Product specifications

Eaton 2500W-BOX

Catalog Number: 2500W-BOX

Eaton lampholder, Non-Shunted, T8/T12, Stationary, recessed,
White, Fluorescent lamp, Thermoset, 600V, 660W, Push wiring

494703
General specifications
Product Name Catalog Number
Eaton lampholder 2500W-BOX
UPC Product Length/Depth
032664494703 1.63in

{ = Product Height Product Width

E=a 15in 2.5in
ey

Product Weight Compliances
0.051b RoHS Compliant

Certifications
UL Listed
CSA Certified
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Product specifications Resources

Special features

Non-Shunted, T8/T12

Type
Stationary

Color

White

Wattage
660W

Wiring method

Push wiring

Lamp type

Fluorescent

Material

Thermoset

Voltage rating
600 V

Catalogs

Residential Buyers Guide B-60
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