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The Twister® ProFLEX™ Mini combines the 
most comfortable wire connector from IDEAL 
Electrical with the added protection of a flexible 
skirt. Its space-saving design fits the tightest 
electrical spaces while accommodating the 
widest wire range of any orange/blue connector 
from 2 #22 AWG to 4 #12 solid 
AWG wire.
 

Swept wing design 
with SureGrip™ 
overmold offers 
greater comfort, 
leverage, and torque 
for faster connections

Expanding square-wire 
spring and polypropylene 
shell deliver a secure 
connection every time

Flexible skirt provides 
improved protection 
and adapts to tightly 
fit electrical boxes with 
limited space

Tough, UL 94V-2 
flame-retardant shell

Twister® Pro Family of Wire Connectors

Twister® ProFLEX
Model 347 
Red/Yellow

Twister® ProFLEX™ Mini
Model 343 

Orange/Blue

TWISTER® PROFLEX™ MINI WIRE CONNECTORS 
FLEXIBLE SKIRT FOR ADDED PROTECTION

RATED
4 #12 
SOLID
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Twister® PRO
Model 344® 

Red/Tan

Model Color Wire Combination Range Wire Combination Range (mm) Quantity Part No.

343

Orange/
Blue

600V*
22 to 12 AWG 

Min. 2 #22 – Max. 4 #12 Sol. 
WIDEST RANGE in the 
industry of any other 

orange/blue connector

600V* 
,34mm2 to 4,0mm2

Min. 2 - .34mm2 
Max. 4 4.0mm2

Box of 100 30-343

Jar of 500 30-643J

Barrel of 35,000 30-843

*1,000V maximum in fixtures and signs.
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