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RTQ™ XR™ RG-6 F Compression Connector

• Nickel plated brass construction for indoor/outdoor applications
• Dual O-ring and adapter sleeve prevents moisture migration
• One connector for 4 cable types, less to stock
• 3GHZ, 75Ω rated for use in all video based applications such as 

cable and satellite television
• >80lbs cable retention
• Fits cables with .226” - .310” jacket diameter
• Fits cables with .168” - .183” dielectric diameter
• Requires industry standard ¼” x ¼” cable preparation 
• Recommended IDEAL cable prep tool: 45-605
• Requires industry standard 21mm compression stroke
• Recommended compression tools: 30-793, 33-632
• Compatible with non-IDEAL tools

Universal F compression connector for nearly all RG-6 coax 
cables.  Compatible with most RG-6, RG-6 Quad, RG-6 
Plenum, RG-6 Quad Plenum cables.

Fits 4 RG‐6 
cable types

All brass 
construction

Also available:

92‐691 30‐793 45‐605

Dual internal O‐rings

Part No. Qty

92‐651 10/Card

92‐650 50/Jar

92‐656 100/Jar

92‐659 1,000/Bulk Box


