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Features:
• Hot-dipped galvanized steel or aluminum
• Nominal .002" (2 mil) blue urethane coating on 

interior
• Hot-dipped galvanized threads (steel)
• Color-coded thread protector
• Minimum .040" (40 mil) PVC coating on exterior
• Available in 1/2" - 6" (16 mm - 155 mm)

—
Applications:
• Can be used in: 

 – Marine installations
 – Oil and gas facilities
 – Factory floors
 – Exposed bridges
 – Other corrosive environments

—
Conforms to:
• Steel 

 – UL6
 – CSA C22.2 No. 45.1
 – ANSI C80.1
 – NEMA RN-1

• Aluminum
 – UL6A
 – CSA C22.2 No. 45.2
 – ANSI C80.5
 – NEMA RN-1

—
Material / Finishes:
• PVC coated hot-dipped galvanized steel / Dark gray
• PVC coated aluminum / Dark gray
• Custom colors also available

 – Contact local sales representative

PVC-coated corrosion resistant 
conduit helps provide protection in 
corrosive environments.

Certifications / Standards:

3-Part Specification: 26 05 33.14
End User Tools
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TECHNICAL DATA SHEET -  INTERACTIVE PDF

Conduit, corrosion resistant
Ocal-Blue® PVC-coated conduit series 

http://www-public.tnb.com/ps/pubint/specguide.cgi
http://tnb.abb.com/pub/en/node/258


—
Conduit, PVC coated
Steel

Product selection
Part no. Finish color* Trade size

inch (mm)
A 

ft (m)
B 

inch (mm)
C

inch (mm)

COND1/2-G Dark gray 1/2  (16) 9'11 1/4" (3.03) 0.632 (16.05) 0.92 (23.4)  

COND3/4-G Dark gray 3/4 (21) 9'11 1/4" (3.03) 0.836 (21.23) 1.130 (28.7) 

COND1-G Dark gray 1 (27) 9'11" (3.02) 1.063 (27.00) 1.395 (35.4)

COND11/4-G Dark gray 1 1/4 (35) 9'11" (3.02) 1.394 (35.41) 1.740 (44.2)

COND11/2-G Dark gray 1 1/2 (41) 9'11" (3.02) 1.624 (41.25) 1.980 (50.3)

COND2-G Dark gray 2 (53) 9'11" (3.02) 2.083 (52.91) 2.455 (63.4) 

COND21/2-G Dark gray 2 1/2 (63) 9'10 1/2"  (3.01) 2.489 (63.22) 2.955 (75)

COND3-G Dark gray 3 (78) 9'10 1/2"  (3.01) 3.090 (78.49) 3.580 (90.9)

COND31/2-G Dark gray 3 1/2 (91) 9'10 1/4" (3.00) 3.570 (90.68) 4.080 (103.6)

COND4-G Dark gray 4 (103) 9'10 1/4" (3.00) 4.050 (102.87) 4.580 (116.3)

COND5-G Dark gray 5 (129) 9'10" (3.00) 5.073 (128.85) 5.643 (143.3) 

COND6-G Dark gray 6 (155) 9'10" (3.00) 6.093 (154.76) 6.705 (170.3) 

Note: Product must be installed in accordance with applicable national and local electrical codes. 
*Dark gray: Color code Pantone 423C
 Dimensions are nominal

—
Conduit, PVC coated
Aluminum

Product selection
Part no. Finish color* Trade size

inch (mm)
A 

ft (m)
B 

inch (mm)
C

inch (mm)

COND1/2SA-G Dark gray 1/2  (16) 9'11 1/4" (3.03) 0.632 (16.05) 0.92 (23.4)  

COND3/4SA-G Dark gray 3/4 (21) 9'11 1/4" (3.03) 0.836 (21.23) 1.130 (28.7) 

COND1SA-G Dark gray 1 (27) 9'11" (3.02) 1.063 (27.00) 1.395 (35.4)

COND11/4SA-G Dark gray 1 1/4 (35) 9'11" (3.02) 1.394 (35.41) 1.740 (44.2)

COND11/2SA-G Dark gray 1 1/2 (41) 9'11" (3.02) 1.624 (41.25) 1.980 (50.3)

COND2SA-G Dark gray 2 (53) 9'11" (3.02) 2.083 (52.91) 2.455 (63.4) 

COND21/2SA-G Dark gray 2 1/2 (63) 9'10 1/2"  (3.01) 2.489 (63.22) 2.955 (75)

COND3SA-G Dark gray 3 (78) 9'10 1/2"  (3.01) 3.090 (78.49) 3.580 (90.9)

COND31/2SA-G Dark gray 3 1/2 (91) 9'10 1/4" (3.00) 3.570 (90.68) 4.080 (103.6)

COND4SA-G Dark gray 4 (103) 9'10 1/4" (3.00) 4.050 (102.87) 4.580 (116.3)

COND5SA-G Dark gray 5 (129) 9'10" (3.00) 5.073 (128.85) 5.643 (143.3) 

COND6SA-G Dark gray 6 (155) 9'10" (3.00) 6.093 (154.76) 6.705 (170.3) 

Note: Product must be installed in accordance with applicable national and local electrical codes. 
*Dark gray: Color code Pantone 423C
Dimensions are nominal

—
Conduit, PVC coated
Part number code

CONDX   -X

Product code Size Color code

Blank = Steel
SA = Aluminum 

Standard:
  G=Dark gray (Pantone 423C)
Custom:
  W=White
  R=Red (Pantone 1807C)
  B=Light blue (Pantone 304C)

Example:
COND2-R is 2" steel 
conduit coated in PVC red.

Ø B Ø C

A

PVC coating

      **Custom colors also available**
     Contact local sales representative

—
tnb.abb.com (US/Latin America)
tnb.ca.abb.com (Canada)
abb.com
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—
We reserve the right to make technical 
changes or modify the contents of this doc-
ument without prior notice. With regard to 
purchase orders, the agreed particulars 
shall prevail. ABB does not accept any 
responsibility whatsoever for potential 
errors or possible lack of information in this 
document.

We reserve all rights in this document and in 
the subject matter and illustrations con-
tained therein. Any reproduction  
– in whole or in part – is forbidden without 
prior written consent of ABB. © 2021 ABB 
Installation Products Inc. and/or its related 
companies.  All Rights Reserved.
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http://www-public.tnb.com/pub/index.php
tnb.ca.abb.com
https://new.abb.com/contact-centers

