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Connection devices offering

Ml ABB proposes one of the largest connection offering on the market with various
technologies: screw, PI-Spring, spring, IDC, pluggable, stud, etc. technologies
found in over 8000 products & solutions.

SNA series

Purpose

Standard industrial applications

SNK series

Prefered terminal blocks for:

— Standard and High standard
industries

— Building industry
— Channel partners

Terminal blocks

Prefered terminal blocks and exclusive
technologies for dedicated applications and
markets ( energy, railway, process automa-
tion, petro-chemical, etc.)

Product families | Screw ! Feed-through Screw { Feed-through Technologies : Screw clamp
& functions Multi-deck Multi-deck Spring clamp
Ground Ground ADO System®
Disconnect Disconnect Pluggable
: For fuses : For fuses : Safety (spring loaded)
Test & measurement Ring lug
Marshalling Stud
Quick-connect
Spring i Feed-through PI-Spring i Feed-through Functions i Protection: PEN, neutral switch
‘ Double deck ‘ Double deck ‘ Disconnect: multilevel, plugs,
Ground Ground etc.
Disconnect Disconnect For fuse protection
For fuses For fuses Test & Measurement
: : : Sensor actuator
For distribution boxes
Stud Feed-through Pluggable Feed-through Space saving: miniblocks
: PI-Spring : Power distribution

i1 or 2 circuits

: Component holders

Main catalogs SNA series, terminal blocks

Interactive
catalogs:
Flash QR code

SNK series, terminal blocks

Solution series, terminal blocks

Web

www.abb.com/lowvoltage
catalogs, brochures, technical
datasheets, certificates, approvals

PI-Spring
terminal blocks
www.abb.com/connecttocontrol
catalogs, videos, presentations,
drawings, tools
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http://abb-control-products.partcommunity.com

Solution series

ESSAILEC®

Test blocks for safe and reliable testing
on CT and VT (current and voltage
transformers) secondary circuits

Interfast

PLC pre-wiring system for fast, flexible,
reliable connection of PLC’s in process
automation applications

Marking

Markers & marking systems for all
identification requirements in electrical
panels

Current sockets & plugs
Voltage sockets & plugs
Polarity sockets & plugs

Trip sockets & plugs
Multicircuits sockets & plugs
Coding accessories
Protection covers

Etc.

Interfast PCB: Compact & standard modules
Interfast MS: Modular system based on terminal
block technology

Functions:

— 1 1o 4 wire connections (sensors)

— Disconnect

— Fuse

— Signal indication

— Relays

— Optocouplers

— Solenoid valve control

— Galvanic isolation (2.5 kV)

Terminal block identification and group markers
Wire and cable identification

Component and equipment identification

Panel identification

Pre-printed markers for terminal blocks

ESSAILECS®, test blocks

Interface modules & selection guides

|

www.web-emedia.com/interfast

ke

Marking solutions

http://abb-control-products.partcommunity.com

3D & 2D drawings download
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SNA series, terminal blocks
Screw clamp technology

Rely on our expertise

ABB screw clamp technology benefits

from 50 years of experience.

Billions of our screw clamps have been
manufactured and are used worldwide
every day in all kinds of applications.

Qualified for worldwide markets and applications
Eco-designed according to international environmental
standards in sustainable development.

CE roHs M @ ©

ISO 9001
I1SO 14001

1™

150 14001

The proven reliability to support your daily connection challenges

Manufactured since decades

Robust design & high quality standards (UL94-V0, RoHS).
Many functions available for a very wide scope of industrial
applications.

Facilitate your rail assembly process

10 pre-assembled blocks for quick plug-in mounting.
Asymmetrical shape: easy to handle, prevents risk of
short-circuit.

Conductor insertion is very easy: the conductor entry is
angled to guide the conductor into the clamp.

A flap under the clamp avoids conductor to be pushed under-
neath the clamp.

Universal: mounting on TH 35 and G rails.

Quick and efficient marking solutions

Markers come by strips of 10.

Central and lateral marking allow a clear visualisation from
any angle.

4 | ABB SNA series - Terminal blocks

10 pre-assembled blocks

Quick labelling thanks to strips

Fe
100% safe-visible backwards
mounting

Multi rail mounting
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ABB screw clamp technology
The heavy duty connection

Unique design, flies over time thanks to its reliability and
safety

The ABB screw clamp technology is designed to avoid ac-
cidental releases due to vibrations, shocks or even abusive
cable draw. Our exclusive design minimizes the needs of
retightening campaigns.

Features

High density capacity
The screw clamp technology can fit up to two conductors per
clamp which offers extended possibilities in electrical cabinets.

The ABB exclusive anti-release
system creates a controlled
locking-screw effect thanks

to the 2 overlapping tabs that

The clamp is punched, which
increases the number of screw
threads by 30 % meaning a
high torque resistance

maintain the clamp parts. The
screw is locked in total safety.
The retightening campaigns are
not needed anymore!

7

\

Screw clamp

Hardened steel makes the
connection very reliable

Conductive
linking bar

Stripped wire

clamp

The screw tightens the
conductive bar to the cable.
There is no torsion effect
applied to the cable

Flap avoiding the insertion
of cable underneath the

From 0.22 mm?2 up to 240 mm?
From 24 AWG up to 500 Kemil

M?f%

b#
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SNA series, terminal blocks
Spring clamp technology

ABB has been manufacturing spring
clamp terminal blocks since more than
15 years and owns several patents. Our
clamp designs benefit from our strong
expertise in finite element simulations as
well as in-situ testing capabilities.

Qualified for worldwide markets and applications
Eco-designed according to international environmental
standards in sustainable development.

CE roHs M @ €O

ISO 9001
ISO 14001

ooooooo

The ergonomic front entry connection

Functionality through ergonomic design

Alignment of terminal blocks, markers and jumpers.
Double jumpering system on the whole range.

High quality standards (UL94-VO, RoHS..).

Many functions available for a very wide scope of industrial
applications.

Facilitate your rail assembly process

10 pre-assembled blocks for quick plug-in mounting.

Wire insertion is very easy:

— Front entry connection facilitates wire insertion

— Hands free! Screwdriver is locked in the clamp during
connection process.

Quick and efficient marking solutions

Markers come by strips of 10.

Central and lateral marking allow a clear visualisation from
any angle.

6 | ABB SNA series - Terminal blocks

10 pre-assembled blocks

Alignment Screwdriver locking
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ABB spring clamp technology

The ABB spring clamp technology combines all the features
appreciated from electrical users by combining flexibility of use
with front entry, a good vibration withstand, clamping pressure
non dependent on the operator and automatic creeping com-
pensation suppressing the needs of retightening campaigns.

Experience the flexible connection

Features

Design preventing incorrect conductor
insertion and damages to the connection

Specific hardened stainless steel
makes the connection very reliable
and corrosion resistant

Material and shape of the spring
optimised to offer high limit of
elasticity

Clamping contact pressure non dependent on the
operator and automatic creeping compensation

From 0.12 mm?2 up to 35 mm?2
From 26 AWG up to 2 AWG

99 %

99
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SNA series, terminal blocks
Stud technology

ABB proposes a large scope of power
terminal blocks dedicated to the con-
nection and distribution of power into
electrical installations. Power terminals
blocks features standard stud-stud [
connections as well as hybrid terminals

(stud-screw clamp).

e .
el ([ile
B

Qualified for worldwide markets and applications
Eco-designed according to international environmental
standards in sustainable development.

CE roHs M @ O

ISO 9001
ISO 14001

ooooooo

The power distribution terminal blocks

Functionality through ergonomic design

Removable protective covers are designed to increase the
safety of cabinets, ease the wiring process thanks to its
rotative feature.

A central movable protection gives access to the jumpering
location, and ensures the IP20 isolation.

High quality standards (UL94-VO, RoHS...).

Facilitate your rail assembly process

Various mounting options:

— Plate mounting thanks to 2 holes

— Rail mounting with bistable foot.

Terminal blocks can be tight together thanks to the usage of
a threaded stud and nuts.

Pins allow terminal blocks to be snapped together for better
stability during the tightening process.

Efficient marking

Many marking options: on the center or on the covers with
standard markers or adhesive labels.

8 | ABB SNA series - Terminal blocks

Unlocking Locking

Bistable mounting foot

Assembly with stud & snap on pins

Marking options
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ABB stud & screw clamp technology
The preferred connection for power

Reliability first

The ABB stud and screw clamp are designed to ensure the reli-
ability of connection, and are particularly adapted to high cur-
rents requirements. The ABB connection technology includes
vibration resistant washers combined with highly resistant steel
parts to obtain heavy duty usage.

Features

Stud Screw clamp

Possibility to use two lugs
per connection point

Hardened steel makes the
connection very reliable
and corrosion resistant

Spring washer and intermediate
part to prevent loosening of
connection

Spring washer keep
the connection tightened

Hardened steel makes the
connection very reliable and
corrosion resistant

Up to 300 mm2 / 1000 Kemil

| ¢ )
]

]

M6 M8 M10 M12
35 mm? 70 mm? 120 mm? 185 mm?
1 AWG 000 AWG 300 Kemil 500 Kemil

M16
300 mm?
71000 Kemil
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SNA series, terminal blocks
Screw clamp technology

Overview 13
Feed-through
2.5 mm2/ 12 AWG MA2.5/5 14
4 mmz2/ 10 AWG M4/6 16
M4/6.3A & M4/6.4A 3 & 4 connections 18
6 mm2/ 8 AWG M6/8 20
10 mm2/ 6 AWG M10/10 22
16 mm2/ 6 AWG M16/12 24
35 mm2/ 0 AWG M35/16 25
70 mm2 /00 AWG D70/22 26
95 mmz2/ 0000 AWG D95/26 27
150 mm?2 D150/31.D10 28
240 mm2 D240/36.D10 29
Ground
2.5 mm2/ 12 AWG MA2.5/5.P & D2.5/5.P 30
4 mmz2/ 12 AWG M4/6.P & D4/6.P 32
M4/6.3A.P & M4/6.4A.P 3 & 4 connections 34
6 mm2/8 AWG M6/8.P & D6/8.P 36
10 mm2/ 6 AWG M10/10.P 38
16 mm2/ 4 AWG M16/12.P 39
35 mm2/0 AWG M35/16.P 40
70 mmz2/ 00 AWG D70/22.P M
95 mm2/ 0000 AWG D95/26.P 42
Double deck
2.5 mm2/ 12 AWG MA2.5/5.D2 44
4 mmz2/ 12 AWG M4/6.D2 46
M4/6.D1 One circuit 48
6 mm2/8 AWG M6/8.D2 50
2.5 mm2/ 12 AWG D2.5/5.DP Double deck + ground 52
Triple deck
2.5 mm2/ 12 AWG D2.5/6.DA 53
4 mmz2/ 12 AWG D4/6.T 54
D4/6.P.T1 7 connections for grounding 56
Disconnect
2.5 mm2/ 12 AWG MA2.5/5.SNB 58
4 mmz2/ 10 AWG M4/6.SNB 60
6 mm2/ 8 AWG M6/8.SNB 62
4 mm2/ 12 AWG M4/6.D2.SNBT Double deck, disconnect 63
4 mm2/ 10 AWG M4/6.SB & M6/8.SB Disconnect with plug 64
4 mmz2 M4/6.D2.SB Double deck, disconnect with plug 66
6 mm2/ 8 AWG M6/8.STP Disconnect with push-turn knob 67
M6/8.STP3 Feed-through - profile aligned with M6/8.STP 69
M6/8.ST Test disconnect with screwdriver sliding link 70
M6/8.ST7 Feed-through - profile aligned with M6/8.ST 75

For 5x20 and 5x25 mm fuses (0.797x0.787 in and 0.197x0.984 in)

4 mmz2/ 12 AWG M4/8.SF Fuse holders 76
M4/8.SN Disconnect - profile aligned with M4/8.SF 80
M4/8 Feed-through - profile aligned with M4/8.SF 81
M4/8.D2.SF Double deck, fuse holder 82
D4/8.D2.P.SF Double deck, fuse holder, ground 84

For 6.3x25 and 6.3x32 mm fuses (% x 1 in and ¥ x 1% in)
10 mm2/ 10 AWG ML10/13.SF 86
ML10/13.SN Disconnect - profile aligned with ML10/13.SF 88

1SNC161120S0201
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SNA series, terminal blocks
Screw clamp technology

Screw rail connection

Screwless rail connection

Feed-through Ground Double deck
o—T° o—T—° oYo
Section o——o = = o— Vo
IEC UL/CSA
2.5 mm2 12 AWG MA2.5/5 5mm 0.197 in MA2.5/5.P 5mm 0.197 in D2.5/5.P 5mm 0.197 in MA2.5/5.D2 5mm 0.197 in
4 mm?2 10-12 AWG i M4/6 6 mm 0.236 in M4/6.P 6 mm 0.236 in D4/6.P 6 mm 0.236 in M4/6.D2 6 mm 0.236 in
6 mm2 8 AWG Mé/8 8mm 0.315in Mé6/8.P 8mm 0.315in D6/8.P 8mm 0.315in Mé/8.D 8mm 0.315in
10 mm? 6-10 AWG M10/10 10 mm 0.394 in M10/10.P 10 mm 0.394 in
16 mm? 4-6 AWG M16/12 12mm 0.472 in M16/12.P 12 mm 0.472in
35 mm?2 0-2 AWG M35/16 16 mm 0.630 in M35/16.P 16 mm 0.630 in
70 mmz? 00 AWG D70/22 22 mm 0.866 in D70/22.P 22 mm 0.866 in
95 mm?2 0000 AWG D95/26 26 mm 1.024 in D95/26.P 26 mm 1.024 in
150 mm?2 D150/31.D10 31 mm 7.220 in
240 mm2 D240/36.D10 36 mm 1.417in
Disconnect with blade Disconnect with plug
Section oo II/,_II o4 o L Il
IEC UL/CSA M
2.5mm2 12 AWG MA2.5/5.SNB.. 5mm 0.197in
4 mm? 10-12 AWG i MA4/6.SNB.. 6 mm 0.236 in M4/6.D2.SNBT 6 mm 0.236in M4/6.SB 6 mm 0.236 in M4/6.D2.SB 6 mm 0.236 in
6 mm?2 8 AWG M6/8.SNB 8mm 0.315 in M6/8.SB 8mm 0.315 in
For 5 x 20 mm and 5 x 25 mm fuses (0.797" x 0.787" and 0.197" x 0.984")
Section Do oo o—o
IEC UL/CSA
4 mm?2 10-12 AWG : MA4/8.SF 8mm 0.315in M4/8.SN 8mm 0.315in M4/8 8 mm 0.375in
10 mm? 10 AWG

BTerminal - Hole for testing or jumpering - Testing point - Fuse holder - Blown-fuse indicator - Ground connection, linked to the DIN rail

/4
Interconnection between decks - Disconnect function - Quarter turn disconnect function - Sliding link disconnect function

12 | ABB SNA series - Terminal blocks
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Triple deck Triple deck + ground
oXo oYo
£ = ge
° L
D2.5/6.DP 5mm 0.197 in D2.5/6.DA 5mm 0.197 in
D4/6.T 6 mm 0.236 in D4/6.T3.P 6 mm 0.236 in D4/6.P.T1 6 mm 0.236 in

Disconnect with push-turn knob

i1/4

CLEE_

O0—a—0

Test disconnect

Me6/8.STP

8 mm 0.315in

M6/8.STP3

8mm 0.315in

Me6/8.ST

8 mm 0.315in

M6/8.ST7

8mm 0.315in

Double deck - For 5 x 20 mm and 5 x 25 mm fuses
(0.197" x 0.787" and 0.197" x 0.984")

oo

o0——%0

For 6.3 x 25 and 6.3 x 32 mm fuses (%" x 1" and %" x 1%1")

Do

oo

M4/8.D2.SF

8 mm 0.315in

D4/8.D2.P.SF

8mm 0.315in

ML10/13.SF

183mm 0.512in

ML10/13.SN

183mm 0.512in

All the technical data for UL/CSA standard and dimensions in inches are in italic.
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MAZ2.5/5 screw clamp terminal blocks
Feed-through - 5 mm 0.797 in spacing

Description
— Flexibility: snap onto symmetrical and asymmetrical rails,
— Many colors are available in addition to our generic grey, to help you quickly identify any of specific functions.

Ordering details

Description : Color : Type { Order code ‘ :Pkg : Weight
Feed-through Grey MA266 1SNA115486R0300
‘ - 1SNA125486R0500
3 “ 1SNA105075R2000
& 1SNA105486R1200
g 1SNA400184R2700 :
s 1SNA105052R2100 :
: 1SNA105077R2200 :
: 1SNA195486R0400 :
Main technical data Mounting instructions
Connecting capacity IEC uL CSA Rail CoHvr (32, TH 35-7.5,
MA2.5/5 v TH85-15
1 conductor 22-12 AWG . Wire stripping | === 10 mm
perclamp  Flexible . 10.22:25mMm2 1 length 0.39in
~ Tool Flat screwdriver
., @ [035mm
N @0.137in
§ 5 Rated ctijjrrent / Rated cross section AWG :25A/12 AWG
8| Rated short-time withstand current (1s) : ~ Torque C/ 0.4-06N.m
Jl 8 Rated voltage i @) :3.5-531b.in
) Impulse withstand voltage ‘
] Protection : IP20 i NEMA 1
The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
e RoHS M. @& 60 ' ' ' ' ' ' '
CE : ¢ RoHS ! USRCNR : cCSAus : GostR :
5 mm 0.797 in spacing
Accessories
Description i Color : Type : Order code
1 End stops 0.394in Grey[]: BAM2 1SNA206351R1600
..... 0.354in H : BADL : 1SNAB99903R0200 :
2 End sections 0.110in Grey[ |: FEM6 : 1SNA118368R1600 :
3 Jumper bars 24A : BIMI5-2 : 1SNA176278R1600 :
: : BIMI5-3 : 1SNA176279R1700 :
: BIMI5-4 - 1SNA176280R0500
 BIMI5-5 - 1SNA176281R2200
,,,,, : : BIMI5-10 : 1SNA176282R2300 :
4 Lateral jumper bars 2 poles 30A GreyD§ PC5-2 : 1SNA113542R1000 :

..... 10 poles : : PC5-10 : 1SNA113544R1200 :
5 Cross spacing jumpers 5mm 0.200in-6mm 0236 -8 mm 0.3151n (EL6 : 1SNA173627R210
6 Insulating tips For lateral jumper bars type PC... = : 1SNA113550R2400 :
7 Circuit separators 3 mm 0.118n Grey["1: SCFM6 : 1SNA114825R0500 :
0mm 0in : SCMA5 : 1SNA116728R2500 :
3mm 0.118in : SCFCV1-2 : 1SNA116795R1100 :
,,,,, : : SCF6 : 1SNA118707R0300 :
8 Shield connectors : : CBM5 : 1SNA178745R1400 :
9 Protecting covers Length 1m 39in i Transparent[,”); CPV1-2 : 1SNA176816R1200 :
..... Length 500 mm 19.70 in : CPM : 1SNA187312R1400 :
10 Terminal block markers Blank card White[J: RC510 : 1SNA231000R0700 :
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
Ground screw clamp terminal blocks
Description i Color i Type i Order code ; iPkg | Weight
aty (1pce) 9
Ground Profile aligned with MA2.5/5... Green-yellow [: MA2.5/5.P 1SNA165488R2700 50 18.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA165488R2700
www.abb.com/productdetails/1SNA231000R0700
www.abb.com/productdetails/1SNA187312R1400
www.abb.com/productdetails/1SNA176816R1200
www.abb.com/productdetails/1SNA178745R1400
www.abb.com/productdetails/1SNA118707R0300
www.abb.com/productdetails/1SNA116795R1100
www.abb.com/productdetails/1SNA116728R2500
www.abb.com/productdetails/1SNA114825R0500
www.abb.com/productdetails/1SNA113550R2400
www.abb.com/productdetails/1SNA173627R2100
www.abb.com/productdetails/1SNA113544R1200
www.abb.com/productdetails/1SNA113542R1000
www.abb.com/productdetails/1SNA176282R2300
www.abb.com/productdetails/1SNA176281R2200
www.abb.com/productdetails/1SNA176280R0500
www.abb.com/productdetails/1SNA176279R1700
www.abb.com/productdetails/1SNA176278R1600
www.abb.com/productdetails/1SNA118368R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA195486R0400
www.abb.com/productdetails/1SNA105077R2200
www.abb.com/productdetails/1SNA105052R2100
www.abb.com/productdetails/1SNA400184R2700
www.abb.com/productdetails/1SNA105486R1200
www.abb.com/productdetails/1SNA105075R2000
www.abb.com/productdetails/1SNA125486R0500
www.abb.com/productdetails/1SNA115486R0300

MAZ2.5/5 screw clamp terminal blocks
Feed-through - 5 mm 0.797 in spacing

7 25mme  With partition
L al i Ordering details

Description %Order code %Pkg Weight
: : ‘ay  : (1pce)g
Feed-through ~ Withpartiton ~:  Grey []: MA26/61 1SNA115485R0200 50 o 6.61
1SNA125485R0400 50 6.61

Main technical data Nota
Rated voltage

Impulse withstand voltage

Protection i NEMA 1
) ) ce . ‘RoHS! Mw: @ | 65 | :
5 mm 0.797 in spacing cE i R JSRCN:—I i oCSAus | GostR i
Accessories
Description %Color %Type §0rder code %Pkg Weight
1 2 : : : : ‘qy  (1pce) @
1. Testsockets | DA2mm0079in . AL2 1SNA163046R2400 S0 090
2 Test plugs DIA2 mm 0.079 in Black ll: FC2 1SNA007865R2600 100

<

=

3
i
S
I
1]
@
©
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3
o
[e]
4
1)
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www.abb.com/productdetails/1SNA007865R2600
www.abb.com/productdetails/1SNA163046R2400
www.abb.com/productdetails/1SNA125485R0400
www.abb.com/productdetails/1SNA115485R0200

M4/6 screw clamp terminal blocks
Feed-through - 6 mm 0.236 in spacing

Description

Ordering details

— Flexibility: snap onto symmetrical and asymmetrical rails,
— Many colors are available in addition to our generic grey, to help you quickly identify any of specific functions.

Description : Color : Type : Order code :Pkg : Weight
Feed-through Goy oNAB 1SNAT15116R0700
. Blue [: : 1SNA125116R0100 :
5 Orange [ : M : 1SNA105002R2000 :
3 Yellow [ i M: 1SNA105116R1600 :
e Green [ M 1SNA105001R2700
g Red M M 1SNA105032R1500
Purple ;M 1SNA206404R0500 :
Brown [ - 1SNA105209R1400
White [~ - 1SNA105051R2000
Black I 1SNA105031R1400
M4/6 Beige [ : M4/6 : 1SNA195116R0000 :
Main technical data Mounting instructions
Connecting capacity IEC iuL CSA Rail C o5+ r G32,TH35-75
H s TH 35-15
| 1 conductor .. Wire stripping =4: 9.5mm
) per clamp length 0.37in
Y
g Ga _ Tool Flat screwariver
§i A : @ {04mm
B, : [00.157in
e i
2 Rated current / Rated cross section AWG : 30A/ 10 AWG
] Rated short-time withstand current (1s) i . Torque C/ 0.5-0.8N.m
Rated voltage ; O :4.4-711b.in
Impulse withstand voltage : :
Protection : IP20 i NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.

6 mm 0.236 in spacing

e RoHS' M = @ @ €3
CE © RoHS ! USR H CSA : GostR !

Al other data are provided as supplementary information only. For more details, please consult our CB, Ul

L or CSA certificates and technical datasheet available on http://www.abb.com

Accessories

Description Color Type Order code
1 End stops 0.394in Grey[]: BAM2 1SNA206351R1600
..... 0.354in : BADL : 1SNA399903R0200 :
2 End sections 0.110in Grey["1: FEM6 : 1SNA118368R1600 :
3 Jumper bars _32A : BIMIB-2 : 1SNA176663R0000 :
: BIMIB-3 : 1SNA176664R0100 :
- BJMip-4 - 1SNA176665R0200
: BIMIB-5 : 1SNA176666R0300 :
..... “BJMI6-10 “ 1SNAT76667R0400 :
4 Lateral jumper bars 2poles ~ 35A ; Grey[J: PC6-2 : 1SNA113546R1400 :
..... 10 poles : PC6-10 : 1SNA113548R2600 :
5 Cross spacing 5mm 0.2001n -6 mm 0,236 - 8 mm 0.3151n ¢ :EL6 : 1SNA173627R210
jumpers Universal screw jumper bar kit N°| ; : BJDP1 : 1SNA179623R0300 :
..... Universal screw jumper bar kit N°lll : BJDP3 : 1SNA179625R0500 :
6 Insulating tips For lateral jumper bars type PC... (EIP : 1SNA113550R2400 :
7 Circuit separators 0 mm 0in Grey[[J: SCM6 : 1SNA113003R1000 :
,,,,, 3mm 0.118in : SCF6 : 1SNA118707R0300 :
8 Shield connectors ; : CBM5 : 1SNA178745R1400 :
..... Protecting covers Length 500 mm 19.70 in ¢ Transparent[,/}; CPM : 1SNA187312R1400 :
10 Terminal block markers Blank card ¢ whie[J: RC610 : 1SNA233000R0100
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
Ground screw clamp terminal blocks
Description i Color i Type i Order code iPkg | Weight
: gy {(ipee) O
Ground Profile aligned with M4/6... Green-yellow [H: M4/6.P : 1SNA165113R1600 : : 50 21.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA165113R1600
www.abb.com/productdetails/1SNA233000R0100
www.abb.com/productdetails/1SNA187312R1400
www.abb.com/productdetails/1SNA178745R1400
www.abb.com/productdetails/1SNA118707R0300
www.abb.com/productdetails/1SNA113003R1000
www.abb.com/productdetails/1SNA113550R2400
www.abb.com/productdetails/1SNA179625R0500
www.abb.com/productdetails/1SNA179623R0300
www.abb.com/productdetails/1SNA173627R2100
www.abb.com/productdetails/1SNA113548R2600
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www.abb.com/productdetails/1SNA176667R0400
www.abb.com/productdetails/1SNA176666R0300
www.abb.com/productdetails/1SNA176665R0200
www.abb.com/productdetails/1SNA176664R0100
www.abb.com/productdetails/1SNA176663R0000
www.abb.com/productdetails/1SNA118368R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA195116R0000
www.abb.com/productdetails/1SNA105031R1400
www.abb.com/productdetails/1SNA105051R2000
www.abb.com/productdetails/1SNA105209R1400
www.abb.com/productdetails/1SNA206404R0500
www.abb.com/productdetails/1SNA105032R1500
www.abb.com/productdetails/1SNA105001R2700
www.abb.com/productdetails/1SNA105116R1600
www.abb.com/productdetails/1SNA105002R2000
www.abb.com/productdetails/1SNA125116R0100
www.abb.com/productdetails/1SNA115116R0700

M4/6 screw clamp terminal blocks
Feed-through - 6 mm 0.236 in spacing

g amme | With partition

Ordering details

Description %Order code %Pkg Weight
: : ‘ay  : (1pce)g
Feed-through  With partition 1SNA115259R0600 50 i 8.20
1SNA105208R1300 50 8.20

Main technical data

Rated voltage
Impulse withstand voltage

Protection P20 WA T
) , ‘RoHS | L@ e :
6 mm 0.236 in spacing CCS RC;HSS§ g gs:; GCEH
Accessories
Description %Color %Type §0rder code %Pkg Weight
1 D 2 : : : : gy i (1poe) 9
1 Testsockets DA2mm0.079in A2 1SNA163043R2100 50
i AL3 : 1SNA163261R0000 :
: : AL4-M3 : 1SNA206721R0100 :
2 Test plugs DIA2 mm 0.079in Black ll: FC2 : 1SNA007865R2600 :

With test socket DIA 2 mm 0.079 in

Ordering details

Description i Color i Type i Order code i Pkg | Weight

: : iay i (1pce)g

Feed-through  With test socket Grey [Ji M4/6.2 : 1SNA115217R1400 : (50 ¢ 820
DIA2 mm 0.079 in : : : i i i

Main technical data
Rated voltage

Impulse withstand voltage :

Protection :1P20 i NEMA 1

] Nota

R e ! RoHS' M . @ €3
6 mm 0.236 in spacing cE i i RoHS | USR g:SA H (§H :
Accessories
@) Description %Color %Type §0rder code %Pkg Weight
1 ' : : : : iay : (lpee) 9
° 1 Testplugs DIA2 mm 0.079 in Black ll: FC2 : 1SNA007865R2600 : :100
- § ¢ amm2 | With test socket DIA 4 mm 0.757 in
OLO i i Ordering details
Description %Order code %Pkg Weight
: : iqty  : (1pce)d
Feed-through  With test socket : : 1SNA115192R0400 80 o 8.20
DIA4 mm 0.157 in Beige [1: M4/6.4 1SNA195192R0500 50 8.20
Main technical data
Rated voltage
Impulse withstand voltage
Protection
6 mm 0.236 in spacing CCS RFE(’*':'SS g g; (gt‘; <
&
Accessories =
Description %Color %Type %Ordercode Pkg Weight g
1 G : : : : gty i (1peg) 9 ©
1 Test plugs DIA 4 mm 0.157 in i Whie[J: FC4 : 1SNA167860R0100 (10 ¢ z
z
(%}

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA167860R0100
www.abb.com/productdetails/1SNA195192R0500
www.abb.com/productdetails/1SNA115192R0400
www.abb.com/productdetails/1SNA007865R2600
www.abb.com/productdetails/1SNA115217R1400
www.abb.com/productdetails/1SNA007865R2600
www.abb.com/productdetails/1SNA206721R0100
www.abb.com/productdetails/1SNA163261R0000
www.abb.com/productdetails/1SNA163043R2100
www.abb.com/productdetails/1SNA105208R1300
www.abb.com/productdetails/1SNA115259R0600

M4/6.3A screw clamp terminal blocks
Feed-through - 6 mm 0.236 in spacing

4 mm2 Description
R — Ease one potential distribution on 3 independent screw clamps,
10 AWG i — Flexibility: snap onto symmetrical and asymmetrical rails.

Ordering details

Description : Color ‘Type : Order code : Pkg i Weight
aty (1pce)g
Feed-through Grey [ M4/6.3A 1SNA115468R2000 50 11.00
. Blue [ : M4/6.3AN 1SNA125468R2200 50 11.00
B Main technical data Mounting instructions
§ Connecting capacity IEC UL CSA Rail C o+ r iG32,TH35-7.5
2 i TH 35-15
1 conductor 22-10 AWG 12 AWG Wire stripping | === : 9.5mm
perclamp  Flexible ~~~:022-4mm2 oo length +—+ 0.37in
Tool Flat screwdriver
MA/B.3A @ @4 mm
©0.157in
Rated current / Rated cross section 25A/12 AWG
515 206" Rated short-time withstand current (1s) Torque @ 0.5-08N.m
| Rated voltage 600V 600V 4.4-7.11Ib.in

Impulse withstand voltage

o Protection NEMA 1
?g 8 The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
N :] All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
HE €€ Rois W @ & R
- CE : i RoHS ¢ USR i CSA ! GostR :
2
]
Accessories
Description : Color : Type : Order code H :Pkg : Weight
aty (1pce) 9
1 End stops 10 mm 0.3%4in Grey[[]: BAM2 1SNA206351R1600
...... 9mm 0.354 in BADL 1SNA399903R0200
2 End sections 3mm 0.118in Grey[[]: FEMA 1SNA116576R1500
3 Jumper bars 32A BJMI6-2 1SNA176663R0000
BJMIB-3 1SNA176664R0100
BJMIB-4 1SNA176665R0200
BJMIB-5 1SNA176666R0300
...... BJMI6-10 1SNA176667R0400
4 Lateral jumper bars 2 poles 35A Grey[[]: PC6-2 1SNA113546R1400
...... PC6-10 1SNA113548R2600
5 Cross spacing 5mm0.200in -6 mm 0.236in - 8mm 0.315in ELE 1SNA173627R2100
jumpers Universal screw jumper bar kit N°| BJDP1 1SNA179623R0300
...... Universal screw jumper bar kit N°lI BJDP3 1SNA179625R0500
6 Insulating tips For lateral jumper bars type PC... EIP 1SNA113550R2400
7. Circuit separators 0 mm 0in Grey[]: SCM6 1SNA113003R1000
8 Test sockets DIA2 mm 0.079 in AL2 1SNA163043R2100
...... DIA3mm 0.720 in AL3 1SNA163261R0000
9 Terminal block markers Blank card White[]: RC610 1SNA233000R0100

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

L Ground screw clamp terminal blocks
Description i Color “Type i Order code : {Pkg | Weight
qaty (1pce) 9
Ground Profile aligned with M4/6.3A.P... Green-yellow [l M4/6.3A.P 1SNA195637R1200 50 22.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA233000R0100
www.abb.com/productdetails/1SNA163261R0000
www.abb.com/productdetails/1SNA163043R2100
www.abb.com/productdetails/1SNA113003R1000
www.abb.com/productdetails/1SNA113550R2400
www.abb.com/productdetails/1SNA179625R0500
www.abb.com/productdetails/1SNA179623R0300
www.abb.com/productdetails/1SNA173627R2100
www.abb.com/productdetails/1SNA113548R2600
www.abb.com/productdetails/1SNA113546R1400
www.abb.com/productdetails/1SNA176667R0400
www.abb.com/productdetails/1SNA176666R0300
www.abb.com/productdetails/1SNA176665R0200
www.abb.com/productdetails/1SNA176664R0100
www.abb.com/productdetails/1SNA176663R0000
www.abb.com/productdetails/1SNA116576R1500
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA195637R1200
www.abb.com/productdetails/1SNA125468R2200
www.abb.com/productdetails/1SNA115468R2000

M4/6.4A screw clamp terminal blocks
Feed-through - 6 mm 0.236 in spacing

M4/6.4A

63.5 2.50"

1SNC161012F0014

C > 53 2.09"
J 555 2.18"

+ - 48 1.89"

Description

— Ease one potential distribution on 4 independent screw clamps,
— Flexibility: snap onto symmetrical and asymmetrical rails.

Ordering details

Description i Color “Type : Order code {Pkg i Weight
aty (1pce) 9
Feed-through Grey []: M4/6.4A 1SNA115479R2300 50 20.00
Blue [J: M4/6.4AN 1SNA125479R2500 50 20.00
Main technical data Mounting instructions
Connecting capacity IEC uL CSA Rail C o+ r GB32TH35-75,
L) TH35-15
1 conductor Rigid - Solid / Stranded : 0.2-4 mm? 22-10AWG 12 AWG Wire stripping | === 9.5 mm
perclamp  Flexble 1 022-4mm2 i length - 0.371in
......... Tool Flat screwdriver
......... @ @ 4 mm
20.1571n
Rated current / Rated cross section 20 A/7OAWG 25A/ 12 AWG
Rated short-time withstand current (1s) ) Torque Q 0.5-0.8N.m
Rated voltage 600V 600V o 4.4-7.11lb.in
Impulse withstand voltage , )
Protection P2 NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

e ‘RoHs: = @ €3
CE i RoHS : USR ¢ CSA i GostR !
Accessories
Description : Color : Type : Order code

1 End stops 10 mm 0.3%4in Grey["]: BAM2 1SNA206351R1600
...... 9mm 0.354 in BADL 1SNA399903R0200
2 End sections 3mm 0.1181n Grey[]: FEM4A 1SNA116629R2200
3 Jumper bars BJMI6-2 1SNA176663R0000
BJMI6-3 1SNA176664R0100
BJMIB-4 1SNA176665R0200
BJMI6-5 1SNA176666R0300
...... BJMIB-10 1SNA176667R0400
4 Lateral jumper bars 2 p Grey[]: PCB-2 1SNA113546R1400
...... PC6-10 1SNA113548R2600
5 Cross spacing 5mm 0.200in -6 mm 0.236in - 8 mm 0.315n EL6 1SNA173627R2100
jumpers Universal screw jumper bar kit N°| BJDP1 1SNA179623R0300
...... Universal screw jumper bar kit N°ll BJDP3 1SNA179625R0500
6 Insulating tips For lateral jumper bars type PC... EIP 1SNA113550R2400
7 Circuit separators 0 mm Grey["1: SCM6 1SNA113003R1000
8 Test sockets DIA2 mm 0.079 in AL2 1SNA163043R2100
...... DIA3 mm 0.120 in AL3 1SNA163261R0000
9 Terminal block markers Blank card White[]: RC610 1SNA233000R0100

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground screw clamp terminal blocks

Description : Color Type : Order code ‘Pkg i Weight
aty (1pce) 9

Ground Profile aligned with M4/6.4A.P... Green-yellow [: M4/6.4A.P 1SNA195638R2300 50 22.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA233000R0100
www.abb.com/productdetails/1SNA163261R0000
www.abb.com/productdetails/1SNA163043R2100
www.abb.com/productdetails/1SNA113003R1000
www.abb.com/productdetails/1SNA113550R2400
www.abb.com/productdetails/1SNA179625R0500
www.abb.com/productdetails/1SNA179623R0300
www.abb.com/productdetails/1SNA173627R2100
www.abb.com/productdetails/1SNA113548R2600
www.abb.com/productdetails/1SNA113546R1400
www.abb.com/productdetails/1SNA176667R0400
www.abb.com/productdetails/1SNA176666R0300
www.abb.com/productdetails/1SNA176665R0200
www.abb.com/productdetails/1SNA176664R0100
www.abb.com/productdetails/1SNA176663R0000
www.abb.com/productdetails/1SNA116629R2200
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA195638R2300
www.abb.com/productdetails/1SNA125479R2500
www.abb.com/productdetails/1SNA115479R2300

M6/8 screw clamp terminal blocks
Feed-through - 8 mm 0.375 in spacing

Description
— Flexibility: snap onto symmetrical and asymmetrical rails,

Ordering details

— Many colors are available in addition to our generic grey, to help you quickly identify any of specific functions.

Description i Color i Order code i Pkg i Weight
: faty i (1pe)g
Feed-through . Gey_.MeB 1SNAT15118R1100 :
i 1SNA125118R1300 :

Orange [ : M6/8

T 1SNA105004R2200

1SNA105118R2000

1SNA400186R2100 :

1SNC161102F0014

1SNA400187R2200 :

¢ 1SNA400239R1500 :

Beige [ M/8 T 1SNAT95118R1200 :
Main technical data Mounting instructions
M6/8 Connecting capacity IEC UL CSA Rail Cov s :G32,THB6-7.5,
1 TH 35-15
1 conductor Rigid - Solid / Stranded : 0.5-10 mm? 22-8 AWG 24-8AWG  Wire stripping  ; ——= 12 mm
per clamp . length 047
~ Tool Flat screwdriver
fe i @ (04-5mm
S : g@0.757-0.797in
g J Rated ctijjrrent /Rated cross section 41 A/6mm2 50A/8AWG 50A/8AWG
8| Rated short-time withstand current (1) :720A & & Torque 0.8-1N.m
Ji 2 Rated voltage 5 @ :7.1-89bin
2 Impulse withstand voltage ]
] Protection :1P20 NEMA 1
The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com
ce RoHS W = @ 65 ' ' ' ' ' ' '
CE © RoHS ¢ USR ¢ GCSA i GostR
8 mm 0.375 in spacing
Accessories
Description Color Type Order code
1 1 End stops 0.394in Grey[[]: BAM2 1SNA206351R1600
..... 0.354in : BADL : 1SNAB99903R0200 :
2 End sections 0.110in Grey["1: FEM6 : 1SNA118368R1600 :
3 Jumper bars 4 A : BIMI8-2 : 1SNA176669R1600 :
3 : BIMI8-3 : 1SNA176670R1300 :
- BJMIB-4 - 1SNA176671R0000
. BJMIB-5 - 1SNA176672R0100
..... : BIMI8-10 : 1SNA176673R0200 :
4 Lateral jumper bars 2poles ~ 50A : i PC8-2 : 1SNA116538R1700 :
N NN 10 poles : PC8-10 : 1SNA163313R2400 :
5 Cross spacing 5mm 0.2001n -6 mm 0,236 - 8 mm 0.3151n ¢ :EL6 : 1SNA173627R2100 :
jumpers Universal screw jumper bar kit N°| ; : BJDP1 : 1SNA179623R0300 :
..... Universal screw jumper bar kit N°lll : BJDP3 : 1SNA179625R0500 :
7 6 Circuit separators 0 mm 0in : Grey[J: SCMB : 1SNA113003R1000 :
3mm 0.118in : SCFM6 : 1SNA114825R0500 :
i SCFCV1-2 - 1SNA116795R1100
..... ; : SCF6 : 1SNA118707R0300 :
7 Protecting covers Length 1m39in i Transparent[,”); CPV1-2 : 1SNA176816R1200 :
..... Length 500 mm 79.70 in : CPM : 1SNA187312R1400 :
8  Terminal block markers Blank card White[J: RC810 : 1SNA234000R0200 :
Complete list of accessories is indicated in the terminal block datasheet.
~~~~~~~~~~~~~~~~~~~~~ Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
oo T
: : . S
= ‘ﬁl 1.5 Ground screw clamp terminal blocks
. : Description : Color “Type : Order code :Pkg : Weight
= > : : iqty ¢ (1pce) 9
= l, Ground Profile aligned with M6/8... Green-yellow [M: M6/8.P : 1SNA165114R1700 : : 50 26.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA165114R1700
www.abb.com/productdetails/1SNA234000R0200
www.abb.com/productdetails/1SNA187312R1400
www.abb.com/productdetails/1SNA176816R1200
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www.abb.com/productdetails/1SNA116795R1100
www.abb.com/productdetails/1SNA114825R0500
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www.abb.com/productdetails/1SNA179625R0500
www.abb.com/productdetails/1SNA179623R0300
www.abb.com/productdetails/1SNA173627R2100
www.abb.com/productdetails/1SNA163313R2400
www.abb.com/productdetails/1SNA116538R1700
www.abb.com/productdetails/1SNA176673R0200
www.abb.com/productdetails/1SNA176672R0100
www.abb.com/productdetails/1SNA176671R0000
www.abb.com/productdetails/1SNA176670R1300
www.abb.com/productdetails/1SNA176669R1600
www.abb.com/productdetails/1SNA118368R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA195118R1200
www.abb.com/productdetails/1SNA400239R1500
www.abb.com/productdetails/1SNA400187R2200
www.abb.com/productdetails/1SNA400186R2100
www.abb.com/productdetails/1SNA105118R2000
www.abb.com/productdetails/1SNA105004R2200
www.abb.com/productdetails/1SNA125118R1300
www.abb.com/productdetails/1SNA115118R1100

M6/8 screw clamp terminal blocks
Feed-through - 8 mm 0.375 in spacing

§  emmz | With partition

Ordering details

Description %Color %Type %Order code Pkg Weight
: : : : iay i (1pced
Feed-through ~ With partition 1SNA115260R0300
: 1SNA105128R2200 :
,,,,,,, : 1SNA195260R0400 :
Blue [1: M6/8.1.N { 1SNA125260R0500
Main technical data ‘IEC ‘UL i{CSA
Rated voltage :
Impulse withstand voltage H
8 mm 0.375 in spacing Protection £1P20 {NEMA 1
€ woswm @ B
CE : { RoHS USR ¢ CSA i GostR
) Accessories
Description Color %Type Order code Pkg Weight
1 Test sockets DA2mm0.079in A2 1SNA163043R2100
i AL3 : 1SNA163261R0000 :
B : AL4-M3 : 1SNA206721R0100 :
Black Il : FC2 : 1SNA007865R2600 :
White []: FC4 : 1SNA167860R0100 :
i BP8.A4 : 1SNA173888R2000 :

With test socket DIA 2 mm 0.079 in

Ordering details

Description i Color i Type i Order code i Pkg i Weight

: : gty (1pce)d

Feed-through  With test socket Grey []: M6/8.2 { 1SNA115218R2500 (50 i 1280
DIA2 mm 0.079 in ; ; ; ; : i

Main technical data

Rated voltage
Impulse withstand voltage :
Protection £ 1P20
8 mm 0,315 i spacing € Rism €& &
Accessories
1 Description éCoIor %Type éOrder code §Pkg Weight
: : : : gy : (lpce) 9
1 Test plugs DIA2 mm 0.079 in Blackll: FC2 : 1SNA007865R2600 : :100
With test socket DIA 4 mm 0.757 in
Ordering details
Description : Color : Type : Order code :Pkg : Weight
: : iqty  : (1pce)d
Feed-through  With test socket Grey [: M6/8.4 : 1SNA115219R2600 (50 ¢ 1280
DIA4 mm 0.157 in : : : : : :
Main technical data
Rated voltage
Impulse withstand voltage
Protection
€  PRoHs W @ €O <
CE H ' RoHS USR ¢ CSA i GostR %
<
Accessories &
Description %Color %Type EOrdercode Pkg Weight ‘i;’
: : : : iay : (Tpee) 9 %
1 Testplugs | DIA4mmO.157in . White [1: FGA 1SNA167860R0100 10 1000 2
2 Short circuit plugs  DIA 4 mm 0.757 in BP8.A4 1SNA173888R2000 10 2

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA195260R0400
www.abb.com/productdetails/1SNA105128R2200
www.abb.com/productdetails/1SNA115260R0300

M10/10 screw clamp terminal blocks
Feed-through - 10 mm 0.394 in spacing

Description
— Flexibility: snap onto symmetrical and asymmetrical rails,
— Many colors are available in addition to our generic grey, to help you quickly identify any of specific functions.

Ordering details
Description %Color %Type %Order code %Pkg Weight
i : : : iy i (1pee)d

Feed-through Gey C.MiOAO 1SNA115120R1700
: Blue [ : ¢ 1SNA125120R1100 :

E Yelow [ M10/10 T1SNA105120R2600
s Red M 1SNA400189R0400 :
g White [ 1SNA400190R0100 :
a Black M _: 1SNA400188R0300 :
Beige [_: M10/10 : 1SNA195120R1000 :
Main technical data Mounting instructions
Connecting capacity CSA Rail C >+~ G32,TH35-75,
M10/10 1 TH 35-15
1 conductor  Rigid - Solid / Strand 226ANG . Wire stripping ~ ; == : 12 mm
per clamp Flexible o 050 MM e length 0.471in
§ ‘ Tool Flat screwdriver
- e B :@ P e
D B B 100217-0.2361n
~ i} :
© 5 8 Rated current / Rated cross section 57 A/10mm? : 65 A/ 6 Al
S j Rated short-time withstand current (1s) . Torque @ 1.2-14Nm
8| Rated voltage N : :10.6- 12.41b.in
2 J 3 Impulse withstand voltage 18000V : :
F‘d D 2 Protection
] The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
! ! 18 071" All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
2, CE P RHS ! USR i GCSA i GostR
10 mm 0.394 in spacing
Accessories
Description Color Type Order code
1 1 End stops 10 mm 0.3%4in Grey[[]: BAM2 1SNA206351R1600
..... 9mm 0.354in ; : BADL : 1SNAB99903R0200 :
2 End sections 2.8mm 0.110in Grey["1: FEM6 : 1SNA118368R1600 :
3 Jumper bars 57A : BIMI10-2 : 1SNA176675R0400 :
3 : : BIMI10-3 : 1SNA176676R0500 :
 BIMI10-4 - 1SNA176677R0600
BIMIT0-5 - 1SNA176678R1700
..... : BIMI10-10 : 1SNA176679R1000 :
4 Lateral jumper bars 10poles 70 A : i PC10-10 : 1SNA163315R2600 :
5 5 Cross spacing Universal screw jumper bar kit N°| ; : BJDP1 : 1SNA179623R0300 :
..... jumpers Universal screw jumper bar kit N°lll : i BJDP3 £ 1SNA179625R0500
6 Circuit separators 0 mm 0in Grey[]: SCM6 : 1SNA113003R1000 :
3mm 0.118in : SCFM6 : 1SNA114825R0500 :
7 : : SCFCV1-2 : 1SNA116795R1100 :
..... - SCF6 : 1SNA118707R0300 :
7 Protecting covers Length 1 m 39in ¢ Transparent[/): CPV1-2 : 1SNA176816R1200 :
..... Length 500 mm 19.70 in : GPM : 1SNA187312R1400 :
8 Terminal block markers Blank card ¢ Whie[ [ RC1010 : 1SNA238000R1600 :
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
o= Ground screw clamp terminal blocks
Description : Color “Type : Order code :Pkg : Weight
: : iqty i (1pce)
Ground Profile aligned with M10/10... Green-yelow [ M10/10.P : 1SNA165115R1000 : (50 @ 29.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA165115R1000
www.abb.com/productdetails/1SNA238000R1600
www.abb.com/productdetails/1SNA187312R1400
www.abb.com/productdetails/1SNA176816R1200
www.abb.com/productdetails/1SNA118707R0300
www.abb.com/productdetails/1SNA116795R1100
www.abb.com/productdetails/1SNA114825R0500
www.abb.com/productdetails/1SNA113003R1000
www.abb.com/productdetails/1SNA179625R0500
www.abb.com/productdetails/1SNA179623R0300
www.abb.com/productdetails/1SNA163315R2600
www.abb.com/productdetails/1SNA176679R1000
www.abb.com/productdetails/1SNA176678R1700
www.abb.com/productdetails/1SNA176677R0600
www.abb.com/productdetails/1SNA176676R0500
www.abb.com/productdetails/1SNA176675R0400
www.abb.com/productdetails/1SNA118368R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA195120R1000
www.abb.com/productdetails/1SNA400188R0300
www.abb.com/productdetails/1SNA400190R0100
www.abb.com/productdetails/1SNA400189R0400
www.abb.com/productdetails/1SNA105120R2600
www.abb.com/productdetails/1SNA125120R1100
www.abb.com/productdetails/1SNA115120R1700

M10/10 screw clamp terminal blocks
Feed-through - 10 mm 0.394 in spacing

[
701

10 mm 0.394 in spacing

With partition

Ordering details

Description i Color EType %Order code %Pkg Weight

: : iqty : (1pce)d
Feed-through  With partition Grey [[1: M10/10.1 : 1SNA115261R2000 : (50 i 17.20
Main technical data ‘UL {CSA Nota

‘IEC

Rated voltage

Impulse withstand voltage

P20

Protection i NEMA 1
€ RoHs W @ €&
CE B ¢ RoHS i USR CSA ¢ GostR :
Accessories
Description Color Type Order code
1 Test sockets DIA 2 mm 0.079 in AL2 1SNA163043R2100
i AL3 : 1SNA163261R0000 :
,,,,,,,,, {AL4-M3 | 1SNA206721R0100 :
Black i FC2 - 1SNA007865R2600 :
DIA4mm0.157 in White[]; FC4 : 1SNA167860R0100 :

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA167860R0100
www.abb.com/productdetails/1SNA007865R2600
www.abb.com/productdetails/1SNA206721R0100
www.abb.com/productdetails/1SNA163261R0000
www.abb.com/productdetails/1SNA163043R2100
www.abb.com/productdetails/1SNA115261R2000

M16/12 screw clamp terminal blocks
Feed-through - 12 mm 0.472 in spacing

Description

— Flexibility: snap onto symmetrical and asymmetrical rails,

— Many colors are available in addition to our generic grey, to help you quickly identify any of specific functions,
— Use of jumper bars requires the user to cut out the partition.

Ordering details

Description %Color %Type §0rder code %Pkg Weight
: ; : : iy i (1pee)d

1SNA115129R1400

Feed-through  With partition Grey [' M16/12

BT B NN 1SNAT25129R1600° a0 o612
S T eow L MIB2 1SNA105129R2300
§ Red M:M16/12 1SNA400192R2700: ~ i20 i 2612
2 1SNA400193R2000 :
1SNA400191R2600
: 1SNA195129R1500 :
Main technical data Mounting instructions
M16/12 Connecting capacity {IEC uL CSA Rail Cov s :G32,THB6-7.5,
H 1 TH 35-15
1 conductor 18-4 AWG 14-4AWG  Wirestripping ; === : 14 mm
per clamp . length 0.550n
| ~ Tool Flat screwdriver
fe : @ :055mm
S 10022in
5 8 . ;
Sl Rated current / Rated cross section
8|, Rated short-time withstand current (1s) : 1920 A 12-14Nm
J g Rated voltage . e ; @ 1106-1241b.n
2 Impulse withstand voltage ‘ ‘
] Protection {1P20 {NEMA 1
I
! q_; 19 0.75" The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
ur ‘W All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
T ce | i i i i i i i i T T T T : :
ROHS: W\ | @ y
CE i i RoHs i UsR i g& ; §R ;
12 mm 0.472 in spacing
Accessories
Description Color Type Order code
1 1 End stops 10 mm 0.3%4in Grey[[]: BAM2 1SNA206351R1600
9mm 0.354in ; : BADL : 1SNAB99903R0200 :
2 End sections 3mm 0.118in Grey[ | FEM12 : 1SNA118618R0100 :
3 Jumper bars 76 A : BIMI12-2 : 1SNA179626R0600 :
3 i : BIMI12-3 : 1SNA179628R1000 :
 BIMI12-4  1SNA179629R1100
p : BIMI12-5 : 1SNA179630R1600 :
..... 10 poles ; : BIMI12-10 : 1SNA179631R0300 :
4 Cross spacing Universal screw jumper bar kit N°Il : BIDP2 : 1SNA179624R0400 :
5 6y jumpers Universal screw jumper bar kit N°lll : BJDP3 : 1SNA179625R0500
5 Circuit separators 3 mm 0.1181n Grey[]: SCF12 : 1SNA113102R1000 :
: SCFM6 : 1SNA114825R0500 :
: SCFCV1-2 : 1SNA116795R1100 :
7 8 @ 6 Test sockets DIA 2 mm 0.079 in (A2 : 1SNA163043R2100 :
DIA3mm 0.720 in (AL3 : 1SNA163261R0000 :
,,,,, DIA4mm 0.157 in ALA-M3 : 1SNA206721R0100 :
7 Test plugs DIA 2 mm 0.079 in Black ll: FC2 : 1SNA007865R2600 :
P 9’ ..... DIA 4 mm 0.157 in White[|: FC4 : 1SNA167860R0100 :
9 ﬂa 8 Protecting covers Length 1m39in i Transparent[]: CPV1-2 : 1SNA176816R1200 :
,,,,, Length 500 mm 79.70 in :GPM : 1SNA187312R1400 :
9 Terminal block markers Blank card White[ ]: RC1010 : 1SNA238000R1600 :
A : «-" Complete list of accessories is indicated in the terminal block datasheet.
o o ) = — Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
Po= ' = Ground screw clamp terminal blocks
c Description : Color “Type Order code Pkg Weight
ST 1 : : igy i (1pce) 9
& Ground Profile aligned with M16/12... Green-yelow [ M16/12.P : 1SNA165130R2300 : (20 @ 40.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA165130R2300
www.abb.com/productdetails/1SNA238000R1600
www.abb.com/productdetails/1SNA187312R1400
www.abb.com/productdetails/1SNA176816R1200
www.abb.com/productdetails/1SNA167860R0100
www.abb.com/productdetails/1SNA007865R2600
www.abb.com/productdetails/1SNA206721R0100
www.abb.com/productdetails/1SNA163261R0000
www.abb.com/productdetails/1SNA163043R2100
www.abb.com/productdetails/1SNA116795R1100
www.abb.com/productdetails/1SNA114825R0500
www.abb.com/productdetails/1SNA113102R1000
www.abb.com/productdetails/1SNA179625R0500
www.abb.com/productdetails/1SNA179624R0400
www.abb.com/productdetails/1SNA179631R0300
www.abb.com/productdetails/1SNA179630R1600
www.abb.com/productdetails/1SNA179629R1100
www.abb.com/productdetails/1SNA179628R1000
www.abb.com/productdetails/1SNA179626R0600
www.abb.com/productdetails/1SNA118618R0100
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA195129R1500
www.abb.com/productdetails/1SNA400191R2600
www.abb.com/productdetails/1SNA400193R2000
www.abb.com/productdetails/1SNA400192R2700
www.abb.com/productdetails/1SNA105129R2300
www.abb.com/productdetails/1SNA125129R1600
www.abb.com/productdetails/1SNA115129R1400

M35/16 screw clamp terminal blocks
Feed-through - 16 mm 0.630 in spacing

a i D ription
% ; - 35mmz | Ceserphon . o
[0 g — Closed terminal block: no end section needed, optimized rigidity,
: 0AWG Flexibility: snap onto symmetrical and asymmetrical rails,
— Use of jumper bars requires the user to cut out the partition. 9
Ordering details
Description i Color “Type : Order code : {Pkg i Weight
aty (1pce)g
. Feed-through  Closed block with Grey []: M35/16 1SNA115124R0700 20 50.00
é partition Blue [1: M35/16.N 1SNA125124R0100 20 50.00
s Yellow []: M35/16 1SNA105124R1600 20 50.00
§ Red [M: M35/16 1SNA400195R2200 20 50.00
2 White []: M35/16 1SNA400196R2300 20 50.00
Black i M35/16 1SNA400194R2100 20 50.00
Beige [1: M35/16 1SNA195124R0000 20 50.00
Main technical data Mounting instructions
M35/16 Connecting capacity IEC UL CSA Rail C o+ r G382 TH35-75,
v TH 35-15
1 conductor Rigid - Solid / Stranded : 6-50 mm? 10-0 AWG 10-0 AWG Wire stripping ~ ; == 17 mm
per clamp Flexible 6-35 mm? length —+ 0.669 in
with insulated ferrule
Gauge B9 Tool @ Flat screwdriver
§ g 7 065-7mm
2 S @0.255-0.276in
N8 -
§ J Rated current / Rated cross section 125 A/ 35 mm2 150 A/ 0 AWG : 150 A/ 0 AWG
s Rated short-time withstand current (1s) : 4200 A Torque Cj 2.8-3N.m
J| S Rated voltage 1000 V 600 V 600 V @) 24.9-26.7 Ib.in
3 Impulse withstand voltage 8000 V
1 Protection IP10 NEMA
The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
ce ‘ROHS M. @ 63 | ' ' ' ' ' ' '
CE H { RoHS : USRCNR : CSA : GostR

16 mm 0.630 in spacing

Accessories

- Description : Color : Type : Order code : iPkg i Weight
1 , =¥ ay  (1pe 9
? Q 1 End stops 10 mm 0.394 in Grey[]: BAM2 1SNA206351R1600 12.00
...... 9mm 0.354 in BADL 1SNA399903R0200 470
® 2 Jumper bars Orange[7]: JB16-2 1SNK916302R0000 10.20
JB16-3 1SNK916303R0000 16.00
3 4 JB16-4 1SNK916304R0000 21.80
% JB16-5 1SNK916305R0000 27.60
...... 10 poles JB16-10 1SNK916310R0000 56.60
3 Cross spacing Universal screw jumper bar kit N°I BJDP1 1SNA179623R0300 7.00
...... jumpers Universal screw jumper bar kit NIl BJDP2 1SNA179624R0400 6.00
5 6 4 Circuit separators 3 mm 0.1181n Grey[]: SCFCV1-2 1SNA116795R1100 8.00
5 Test sockets DIA 4 mm 0.157 in AL4-M4 18NA206723R0300 1.30
. 6 Test plugs DIA4 mm0.157 in White[ ]: FC4 1SNA167860R0100
é\// 7 Protecting covers Length 1 m 39in Transparent [/ CPV1-2 1SNA176816R1200
7 7 8 igﬂ’ 8 Terminal block markers Blank card White[J: RC1010 1SNA238000R1600 1.30
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
<
o : 3
H H o
o= Ground screw clamp terminal blocks %
Description i Color i Type i Order code H ‘Pkg ! Weight ©
aty (lpeg) 9§ &
Ground Profile aligned with M35/16... Green-yellow [I: M35/16.P 1SNA165111R1400 20 50.50 é

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA165111R1400
www.abb.com/productdetails/1SNA238000R1600
www.abb.com/productdetails/1SNA176816R1200
www.abb.com/productdetails/1SNA167860R0100
www.abb.com/productdetails/1SNA206723R0300
www.abb.com/productdetails/1SNA116795R1100
www.abb.com/productdetails/1SNA179624R0400
www.abb.com/productdetails/1SNA179623R0300
www.abb.com/productdetails/1SNK916310R0000
www.abb.com/productdetails/1SNK916305R0000
www.abb.com/productdetails/1SNK916304R0000
www.abb.com/productdetails/1SNK916303R0000
www.abb.com/productdetails/1SNK916302R0000
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA195124R0000
www.abb.com/productdetails/1SNA400194R2100
www.abb.com/productdetails/1SNA400196R2300
www.abb.com/productdetails/1SNA400195R2200
www.abb.com/productdetails/1SNA105124R1600
www.abb.com/productdetails/1SNA125124R0100
www.abb.com/productdetails/1SNA115124R0700

D70/22 screw clamp terminal blocks
Feed-through - 22 mm 0.866 in spacing

D70/22

1SNC161057F0014

74.5 2.92"

1.3 .05" ~

1S 84 330"

+ s 765 301"

22 mm 0.866 in spacing

3
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Description

— Closed terminal block: no end section needed, optimized rigidity,
— Use of jumper bars requires the user to cut out the partition.

Ordering details

Description Color Type Order code Pkg i Weight
aty (1pce)g
Feed-through  Closed block Grey [ : D70/22 1SNA400305R1000 10 168.10
Blue [ : D70/22.N 1SNA400306R1100 10 158.10
Yellow [ i D70/22.YL 1SNA400789R0000 10 158.10
Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail —r TH35-7.5,
s TH 35-15
1 conductor Rigid - Solid / Stranded : 16-95 mm? 4-00 AWG 4-00 AWG Wire stripping ~ ; === : 25 mm
per clamp Flexible 16-70 mm? length +—+ 0.98in
with insulated ferrule
Gauge B11 Tool Allen key
@ @6 mm
©0.236in
Rated current / Rated cross section 192 A/ 70 mm2: 159 A/ 00 AWG: 159 A/ 00 AWG
Rated short-time withstand current (1) : 8400 A Torque C 6-7Nm
Rated voltage 1000V 600 V 600 V @ 534 -62.31b.in
Impulse withstand voltage 8000V
Protection IP10 NEMA

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.

Al other data are provided as supplementary information only. For more details, please consul

It our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

Ce ‘ROHS: WM. : @ | €5 !
CE CB i RoHS :USRCNR : GCSA : GostR :
Accessories
Description Color Type Order code Pkg i Weight
aty (1pce) 9
1 End stops 12 mm 0.472in Grey[[]: BADH 1SNA116900R2700 50 24,00
2 Jumper bars JB22-2 1SNK922302R0000 5 27.00
JB22-3 1SNK922303R0000 5 43.30
JB22-5 1SNK922305R0000 5 76.10
...... JB22-10 1SNK922310R0000 5 167.40
3 Circuit separators 3 mm 0.118in Grey[[]: SCFCV4 1SNA116797R1300 10 &
4 Protecting covers Transparent, length 1 m 39 in Transparent[,/]: GPV4-5 1SNA176791R2100 1
5 Terminal block markers Blank card White[[J: RC1010 1SNA238000R1600 1 1.30
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
Ground screw clamp terminal blocks
Description Color Type Order code Pkg | Weight
aty (1pce) 9
Ground Profile aligned with D70/22... Green-yelow [: D70/22.P 1SNA400772R1300 10 222.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA400772R1300
www.abb.com/productdetails/1SNA238000R1600
www.abb.com/productdetails/1SNA176791R2100
www.abb.com/productdetails/1SNA116797R1300
www.abb.com/productdetails/1SNK922310R0000
www.abb.com/productdetails/1SNK922305R0000
www.abb.com/productdetails/1SNK922303R0000
www.abb.com/productdetails/1SNK922302R0000
www.abb.com/productdetails/1SNA116900R2700
www.abb.com/productdetails/1SNA400789R0000
www.abb.com/productdetails/1SNA400306R1100
www.abb.com/productdetails/1SNA400305R1000

D95/26 screw clamp terminal blocks
Feed-through - 26 mm 7.024 in spacing

1SNC161066F0014

D95/26

87 3.43"
/O [®) O o\
¢} ¢}
[e] [e] R
e
j) i .
NE
5|R
OD:l o F Q : ]
Y 6 e
26 mm 7.024 in spacing
1 2 éfii
R 1
I-
| L

Description

— Closed terminal block: no end section needed, optimized rigidity,
— Use of jumper bars requires the user to cut out the partition.

Ordering details

Description i Color i Type i Order code i Pkg | Weight
aty (1pce)g
Feed-through  Closed block with Grey [J: D95/26 1SNA400370R2400 10 215.00
partition Blue [: D95/26.N 1SNA400371R1100 10 215,00
Yellow [J¢ D95/26.YL 1SNA400791R0000 10 215.00
Main technical data Mounting instructions
Connecting capacity IEC uL CSA Rail —r TH 35-7.5,
s TH 35-15
1 conductor Rigid - Solid / Stranded : 35-120 mm2  : 2-0000 AWG  : 2-0000 AWG  Wire stripping | ——= i 26 MM
per clamp Flexible 35-95 mm? length —+ 1.02in
with insulated ferrule
Gauge B12 Tool Allen key
@ @6mm
@0.2361in
Rated current / Rated cross section 232 A/ 95 mm2: 230 A/ 0000 AWG : 230 A/ 0000 AWG
Rated short-time withstand current (1s) : 11400 A Torque @ 9-9.5Nm
Rated voltage 1000V 600 V 600 V 79.5-83.9b.in
Impulse withstand voltage 8000V
Protection P10 NEMA

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

€. RoHs W @ @ €&
CE B : RoHS : WUSR : CSA : GostR @
Accessories
Description : Color : Type : Order code
1 End stops 12mm  0.472in Grey[]: BADH 1SNA116900R2700
2 Jumper bars JB26-2 1SNK926302R0000
JB26-3 1SNK926303R0000
JB26-5 1SNK926305R0000
...... 10 poles JB26-10 1SNK926310R0000
3 Terminal block markers Blank card White[]: RC1010 1SNA238000R1600

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground screw clamp terminal blocks

Description : Color Type : Order code ‘Pkg i Weight
aty (1pce) 9
Ground Profile aligned with D95/26... Green-yellow [l: D95/26.P 1SNA400620R1700 10 278.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA400620R1700
www.abb.com/productdetails/1SNA238000R1600
www.abb.com/productdetails/1SNK926310R0000
www.abb.com/productdetails/1SNK926305R0000
www.abb.com/productdetails/1SNK926303R0000
www.abb.com/productdetails/1SNK926302R0000
www.abb.com/productdetails/1SNA116900R2700
www.abb.com/productdetails/1SNA400791R0000
www.abb.com/productdetails/1SNA400371R1100
www.abb.com/productdetails/1SNA400370R2400

D150/31.D10 screw clamp terminal blocks
Feed-through - 31 mm 7.220 in spacing

Ny o
\
| I ‘ %
| :

D150/31.D10

119.4 4.70"
110 4.33"

+r 1145 4.50"

31 mm 7.220 in spacing
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Description

— Use of jumper bars requires the user to cut-out the partition,
— Closed terminal block: no end section needed, optimized rigidity,
— Ease your voltage monitoring or distribution with the two built-in derivations.

Ordering details

Description Color Type Order code Pkg Weight
Feed-through  Closed block Grey [ DiB0BIDI0 1SNA399715R0400
with 2 x 10 mm2 N . T1SNA399717R0600 :
derivations. i Yellow [ : D150/31.D10.YL : 1SNA400778R0000 :
Main technical data Mounting instructions
Connecting capacity IEC iuL CSA Rail E TH 35-7.5,
: TH35-15
Main circuit with  Rigid - Solid / Stranded : 25-18 mm? ¢ & Main circuit :
1conductorper Flexible i 85-180mMmM2 Wire stripping :35mm
clamp length 1870
.................. : Allen key
Derivation with ~ Rigi id/Stranded : 0.5-16mm2 i Tool @ £ 08mm
1 conductor per . ; 10038150
clamp Torque C/ £ 10-15N.m
e O 89, 732 lb m
Rated current / Rated cross section T " Derivation
Maingieut . S09AZIS0OMME Wire stripping 12mm
length LT $0.4710n
.... ¢ Flat screwdriver
Tool (i Q4mm
@ 01570
.... Torque £ 12-14Nm
@ . 10.6-12.3Ib.in

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

e ‘RoHS | NG
CE B ¢ RoHS ¢ B i GostR
IP20 Protection with protecting cover Locking foot operating with screwdriver DIA 4 0.157 in

Sideopening "bistable

2 action".
\ The locking foot remains in

open or closed position.

Partition to cut to fit the wire
diameter.

AR\
2N\
\\\‘

Unlocking Locking

Accessories

Description i Color i Type i Order code
1 End stops 12 mm 0.472in Grey[]: BADH 1SNA116900R2700
2 Jumper bars gpgl‘e"s ........ 309 A : i BJMI31.2 : 1SNA206053R0700 :
..... 8 poles CBUNiBT 3 - §NAS06054R0000
3 Protecting covers : CPBP1 : 1SNA399788R1600 :
4 Terminal block markers Blank card i White[]: RC1010 : 1SNA238000R1600 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA238000R1600
www.abb.com/productdetails/1SNA399788R1600
www.abb.com/productdetails/1SNA206054R0000
www.abb.com/productdetails/1SNA206053R0700
www.abb.com/productdetails/1SNA116900R2700
www.abb.com/productdetails/1SNA400778R0000
www.abb.com/productdetails/1SNA399717R0600
www.abb.com/productdetails/1SNA399715R0400

D240/36.D10 screw clamp terminal blocks
Feed-through - 36 mm 7.477 in spacing

D240/36.D10

119.4 4.70"

110 4.33"

[ 8]

s 1245 4.90"

|
Rul 2 36.5 7.43"

36 mm 7.4177 in spacing

1SNC161003F0014

Description

— Closed terminal block: no end section needed, optimized rigidity,
— Ease your voltage monitoring or distribution with the 2 built-in derivations,
— Use of jumper bars requires the user to cut out the partition.

Ordering details

Description : Color ‘Type : Order code {Pkg i Weight
: : “(1poe) 9
Feed-through  Closed block with Grey [ :D240/36010 1SNA399704R1200 :
2 x 10 mm? derivations. : 1TSNA399706R1400 :
Yelow [1:D240/36D10.YL “ 1SNA400779R0000 :

Main technical data

Mounting instructions

Connecting capacity IEC CSA Rail E TH 35-7.5,
TH 35-15
Main circuit with Rigid - Solid / Stranded : 50-300 mm? ¢ &+ Main circuit
1 conductor per Wire stripping :35mm
clamp length T 1870
....................  Allen key
Derivation with ~ Rigid - Solid / Stranded Tool @ S g8mm
1 conductor per Fl : 00390
clamp with insulated fermule.  © Torque - 10-16Nm
,,,,,,,,,,, Gauge @ : 89-1321b.in
Rated current / Rated cross section Derivation
Maingireuit  GA16A/240mme; Wire siripping | Sy £ 12
Derivation length T 0471
ted short-time withstand current (1s) : Flat screwdriver
Tool {@4mm
pulse withstand voltage @ . @0.1570n
Torque :12-14Nm

: 10.6-12.3b.in

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is @ mandatory information required by IEC, UL and CSA standards.

All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

Ce ‘RoHS!

CE i RoHS i

Gost R

IP20 Protection with protecting cover

Locking foot operating with screwdriver DIA 4 0.157 in

Sideopening "bistable

action".

The locking foot remains
in open or closed posi-

tion.
Partition to cut to fit the wire
diameter.
Unlocking Locking
Accessories
Description i Color i Type i Order code iPkg | Weight

1 End stops 12 mm 0.472in Grey[[]: BADH 1SNA116900R2700
2 Jumper bars .2.,99'?.5 ........ 45A : BJMI36.2 : 1SNA206126R2500 :
..... 3 poles : BJMI36.3 : 1SNA206223R0600 :
3 Protecting covers : CPBP2 : 1SNA399787R0500 :
4 Terminal block markers Blank card White []: RC1010 : 1SNA238000R1600 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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MA2.5/5.P screw clamp terminal blocks
Ground - 5 mm 0.797 in spacing

Description
— Reliable electrical and mechanical contact with the rail,
— Flexibility: snap onto symmetrical and asymmetrical rails.

Ordering details

Description : Color Type : Order code : Pkg | Weight
aty i (1pce) 9
Ground Screw rail connection Green-yelow [ : MA2.5/5.P 1SNA165488R2700 50 18.00
g Main technical data Mounting instructions
2 Connecting capacity IEC UL CSA Rail Co+ s iG32,TH35-75,
s r TH 85-15
¢ 1 conductor 22-12AWG  122-12AWG  Wirestripping ¢ =4: £10mm
per clamp : length : £0.39in
......... Screw clamp Flat screwdriver
Tool i ©35mm
MA2.5/5.P O @ £ 00140
o : Torque C/ : 04-06Nm
Rated cross section C12ANG (12 AWG O i 8.5-5.31bin
Rated short-time withstand current (1s) i Rail connection screw : Flat screwdriver
......... Tool @ i ©35mm
......... : & o0u
s M : Torque . 06Nm
o @ i 550bin
?8 8 The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
o :] Al other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
8| T T T T T T T H T
a8 ce . ‘RoHs: W = @ ' 63 .
‘é CE H ¢ RoHS ¢ USR i cCSAus : GostR :
)
5 mm 0.797 in spacing
Accessories
Description iColor  :Type : Order code
1 1 End stops 10mm  0.394in T Ge[] BAW2 1SNA206351R1600
...... 9mm 0.354in : BADL : 1SNA399903R0200 :
2 End sections 28mm  0.110in Grey[_J: FEM6 : 1SNA118368R1600 :
3 Gircuit separators 3 mm 0.118in Grey[_J: SCF6 : 1SNA118707R0300 :
3 4 ’gﬂ’ 4 Terminal block markers Blank card i White[]: RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D2.5/5.P screw clamp terminal blocks
Ground - 5 mm 0.797 in spacing

Description
— Screwless rail contact,
— Reliable electrical and mechanical contact with the rail.

Ordering details

Description { Color ‘Type : Order code : {Pkg i Weight
aty (1pce) 9
Ground Screwless rail connection: Green-yellow [ll: D2.5/5.P 1SNA165909R0500 50 10.00
5 Main technical data Mounting instructions
3 Connecting capacity IEC UL CSA Rail — TH 35-7.5,
5 = TH 35-15
2 1 conductor Rigid - Solid / Stranded : 0.2-4 mm? 24-12 AWG Wire stripping % 10 mm
per clamp Flexible 0.22-2.5 mm? length 0.39in
with insulated ferrule
Gauge A3 Screw clamp Flat screwdriver
Tool @3.5mm
D2.5/5.P Z i BO14in
Torque C 0.4-0.6Nm
Rated cross section 2.5 mm? 12 AWG O 3.5-5.31b.in
Rated short-time withstand current (1) : 300 A
50.7 1.99" )
% % The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
S ; All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
9] e ‘RoHS | Mk | LT ‘ ‘ ‘
CE : ¢ RoHS ! USRCNR : i GostR @
]

| Y
et ;2097

5 mm 0.797 in spacing

Accessories

Description iColor  :Type : Order code
1 1 End stops 10 mm 0.3%4in Grey []: BAM2 1SNA206351R1600
...... 9mm T 0.354 0n “BADL “1SNAS99903R0200 °
2 End sections 28mm  0.110in Grey[]: FEM6 : 1SNA118368R1600 :
3 Circuit separators 3 mm 0.1181in Grey[]: SCF6 : 1SNA118707R0300 :
3 4 ,ga’ 4 Terminal block markers Blank card i White[]: RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

1SNC161047S0201 - Rev. A

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M4/6.P screw clamp terminal blocks
Ground - 6 mm 0.236 in spacing

Description
— Reliable electrical and mechanical contact with the rail,
— Flexibility: snap onto symmetrical and asymmetrical rails.

Ordering details

Description : Color Type : Order code : Pkg | Weight
aty i (1pce) 9
Ground Screw rail connection Green-yelow [ : M4/6.P 1SNA165113R1600 50 21.00
g Main technical data Mounting instructions
2 Connecting capacity IEC UL CSA Rail Co+ s iG32,TH35-75,
s r TH 85-15
¢ 1 conductor 22-12AWG  118-12AWG  Wire stripping ¢ =4: £9.5mm
per clamp : : length : £0.37in
......... Screw clamp Flat screwdriver
Tool . @4mm
M4/6.P R @ i 001600
o : Torque ; C/ : 05-08Nm
Rated cross section 4 mm? C12ANG (12 AWG O i 44-7.11lbin
Rated short-time withstand current (1s) { i Rail connection screw : Flat screwdriver
e Tool C @4mm
L i %@ i 00160
U R S : Torque ©08N.m
o @ . 7lbin
?8 8 The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
o :] Al other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
8 N H H H H H H T T T
R ce . RoHs W = @ 65
- CE H © RoHS ¢ USR ¢ GCSA ! GostR
?
)
6 mm 0.236 in spacing
Accessories
Description iColor  :Type : Order code
1 1 End stops 10mm  0.394in T Ge[] BAW2 1SNA206351R1600
...... 9mm 0.354in : BADL : 1SNA399903R0200 :
2 End sections 28mm  0.110in Grey[_J: FEM6 : 1SNA118368R1600 :
3 Gircuit separators 3 mm 0.118in Grey[_J: SCF6 : 1SNA118707R0300 :
3 4 ’gﬂ’ 4 Terminal block markers Blank card i White[]: RC610 : 1SNA233000R0100 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D4/6.P screw clamp terminal blocks
Ground - 6 mm 0.236 in spacing

Description
— Screwless rail contact,
— Reliable electrical and mechanical contact with the rail.

Ordering details

Description i Color i Type i Order code : i Pkg | Weight
aty (1pce) 9
Ground Screwless rail connection: Green-yellow [l: D4/6.P 1SNA165809R0100 50 12.00
§ Main technical data Mounting instructions
% Connecting capacity IEC UL CSA Rail — TH 35-7.5,
g o TH 3515
" 1 conductor  Rigid - Solid / Stranded : 0.2-4 mm2 24-12 AWG Wire stripping % 9.5mm
per clamp Flexible 0.22-4 mm? length 0.37in
with insulated ferrule
Gauge A4 Screw clamp Flat screwdriver
Tool @ @4 mm
Da/e.P 00160
Torque 05-08Nm
Rated cross section 4 mm? 12 AWG @ 44-7.11b.in
Rated short-time withstand current (1s) : 480 A
49.7 1.96"

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

CE i RoHS : USRCNR : i GostR i

LS 555 2.19"
1 48 1.89

U

6 mm 0.236 in spacing

Accessories

Description : Color : Type : Order code
1 1 End stops 10 mm 0.3%4in Grey []: BAM2 1SNA206351R1600
...... 9mm 0.354 in “BADL : 1SNA399903R0200 :
2 End sections 28mm  0.170in i Grey[]: FEMB : 1SNA118368R1600 :
3 Terminal block markers Blank card © White[ ): RC610 : 1SNA233000R0100 :
3 ﬂ/aﬂ’ Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

1SNC161051S0201 - Rev. A

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M4/6.3A.P screw clamp terminal blocks
Ground - 6 mm 0.236 in spacing

Description
— Reliable electrical and mechanical contact with the rail,
— Flexibility: snap onto symmetrical and asymmetrical rails.

Ordering details

Description : Color : Type : Order code : : Pkg : Weight
aty i (1pce) 9
Ground Screw rail connection Green-yellow [ i M4/6.3A.P 1SNA195637R1200 50 22.00
] Main technical data Mounting instructions
§ Connecting capacity IEC UL CSA Rail Co+ s iG32,TH35-75,
g r TH 35-15
- 1 conductor Rigid - Solid / Stranded : 0.2-4 mm? 24-12 AWG Wire stripping =4:' 9.5mm
per clamp Flexible 0.22-4 mm? length 0.37in
with insulated ferrule
Gauge Ad Screw clamp Flat screwdriver
Tool @4 mm
M4/6.3A.P @ 30.16in
Torque Cj 0.5-08Nm
Rated cross section 4 mm? 12 AWG O 4.4-7.11b.in
Rated short-time withstand current (1s) : 480 A Rall connection screw Flat screwdriver
505 2.00" ‘ Tool @ @4 mm
# ] 00.16in
Q Torque 0.8N.m
Y
. 8 @ 7lb.in
S :] The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
g 5 Al other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
] T T T T T T H H H H
J) - €  RoHs. @ €3
g CE P RoHS i CSA : GostR :
)
6 mm 0.236 in spacing
Accessories
Description iColor  :Type : Order code : iPkg : Weight
gy i(pee g
1 End stops 10 mm 0.394 in Grey[[]: BAM2 1SNA206351R1600 : 12.00
...... 9mm 0.354in : BADL : 1SNAB99903R0200 : 4.70
2 End sections 3mm 0.118in Grey[_J: FEM3A : 1SNA116576R1500 : 3.30
3 Terminal block markers Blank card : White[J: RC610 : 1SNA233000R0100 : 7.50
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M4/6.4A.P screw clamp terminal blocks
Ground - 6 mm 0.236 in spacing

Description
— Reliable electrical and mechanical contact with the rail,
— Flexibility: snap onto symmetrical and asymmetrical rails.

Ordering details

Description : Color ‘Type : Order code : {Pkg i Weight
aty (1pce) 9
Ground Screw rail connection Green-yellow [ M4/6.4A.P 1SNA195638R2300 50 22.00
g Main technical data Mounting instructions
3 Connecting capacity IEC UL CSA Rail C o+ r iG32,TH3575,
5 s TH 85-15
? 1 conductor Rigid - Solid / Stranded : 0.2-4 mm? Wire stripping =4: 9.5 mm
per clamp Flexible 0.22-4 mm? length 0.37in
with insulated ferrule
Gauge A4 Screw clamp Flat screwdriver
Tool @4 mm
M4/6.4A.P @ .. @016
Torque C 0.5-08Nm
Rated cross section 4 mm? O 44-7.11b.in
Rated short-time withstand current (1s) : 480 A Rail connection screw Flat screwdriver
Tool @ @4 mm
| 63.5 2.50" ' @0.16in
: Torque 0.8N.m
el
o @ 71bin
(3 8 The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
: :I All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
3| 5 T T H H H T T T T T
]| 2 € RoHs 65
- CE : i RoHS @ : i GostR @
]

6 mm 0.236 in spacing

Accessories

Description : Color : Type : Order code
1 1 End stops 10 mm 0.3%4in Grey []: BAM2 1SNA206351R1600
...... 9mm 0.354 in “BADL : 1SNA399903R0200 :
2 End sections 3mm 0.1181n i Grey[]: FEM4A : 1SNA116629R2200 :
3 Terminal block markers Blank card © White[ ): RC610 : 1SNA233000R0100 :
3 ﬂ/aﬂ’ Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

1SNC161006S0201 - Rev. A

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M6/8.P screw clamp terminal blocks
Ground - 8 mm 0.375 in spacing

-
2 .
[ L g
.
=~ e
-y
|
3
M6/8.P

48 1.89" J 555 2.18"

8 mm 0.375 in spacing
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Description
— Reliable electrical and mechanical contact with the rail,
— Flexibility: snap onto symmetrical and asymmetrical rails.

Ordering details

Description : Color Type Order code Pkg Weight
: : iay i (poe) 9
Ground Screw rail connection ¢ Green-yellow [ i M6/8.P : 1SNA165114R1700 : (50 ¢ 26.00
Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail Co+ s iG32,TH35-75,
s TH 35-15
1 conductor _ Wire stripping ¢ :12mm
per clamp length %‘ 0.47in
Screw clamp Flat screwdriver
Tool i @4-5mm
....... % 0016-020in
) Torque §08-1Nm
Rated cross section £ 6 mm? @ i 7.1-891bin
Rated short-time withstand current (1s) :  Rail connection screw : Flat screwdriver
Tool i @4mm
@ © 00160

Torque { 08Nm
@/ . 7lbn

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
Al other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

€  RoHS W | @ | €3
CE H : RoHS ! USR H CSA ¢ GostR !

Accessories

Description iColor  :Type : Order code iPkg : Weight
1 End stops 10 mm 0.394in Grey[[]: BAM2 1SNA206351R1600
..... 9 mm 0.354 n,  BADL : 1SNA399903R0200 :
2 End sections 28mm 01100 Grey[_]: FEM6 : 1SNA118368R1600 :
3 Gircuit separators 3 mm 0.118in Grey[_]: SCF6 : 1SNA118707R0300 :
4 Terminal block markers Blank card © Whie[ J: RC610 : 1SNA233000R0100 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.

1SNC161008S0201 - Rev. A
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D6/8.P screw clamp terminal blocks

Ground - 8 mm 0.315 in spacing

1SNC161189F0014

D6/8.P

49.7 1.96"

&

|
H 25 0.98" B
-~

8 mm 0.375 in spacing

LS 555 2.19"

- 48 1.89"

Description
— Screwless rail contact,
— Reliable electrical and mechanical contact with the rail.

Ordering details

Description : Color : Type : Order code
aty i (1pce) 9
Ground Screwless rail connection: Green-yellow [ll: D6/8.P 1SNA165830R2100 50 16.00
Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail — TH 35-7.5,
o TH 35-15
1 conductor  Rigid - Solid / Stranded : 0.2-10mm?2  : 24-8 AWG Wire stripping 12mm
per clamp Flexible 0.22-6 mm? length =“:’ 047in
with insulated ferrule
Gauge A5 Screw clamp Flat screwdriver
Tool @ @4-5mm
@0.16-0.20in
Torque 0.8-1Nm
Rated cross section 6 mm? 8 AWG @ 7.1-891b.in
Rated short-time withstand current (1s) : 720 A

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

43

CE

i RoHS : USRCNR :

=8

i GostR i

Accessories

Description iColor  :Type : Order code
1 End stops 10mm  0.3%in arey[J: BAM2 1SNA206351R1600
...... 9mm 0.354 in i BADL : TSNA399903R0200 :
2 End sections 28mm  0.110in Grey[]: FEM6 : 1SNA118368R1600 :
3 Circuit separators 3 mm 0.1181in Grey[]: SCF6 : 1SNA118707R0300 :
4 Terminal block markers Blank card White[ ]: RC810 : 1SNA234000R0200 :

Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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M10/10.P screw clamp terminal blocks
Ground - 10 mm 0.394 in spacing

Description
— Reliable electrical and mechanical contact with the rail,
— Flexibility: snap onto symmetrical and asymmetrical rails.

Ordering details

Description : Color Type : Order code : Pkg | Weight
aty i (1pce) 9
Ground Screw rail connection Green-yelow [l : M10/10.P 1SNA165115R1000 50 29.00
é Main technical data Mounting instructions
é Connecting capacity IEC UL CSA Rail Co+ s iG32,TH35-75,
% r TH 35-15
i 1 conductor 20-6 AWG 18-8 AWG Wire stripping =4: 12mm
per clamp length 047 in
......... Screw clamp Flat screwdriver
......... Tool @ 05.5-6mm
M10/10.p 1 0022-024in
......... Torque Cj 12-14Nm
Rated cross section BANG 8AWG O 10.6-12.41b.in
Rated short-time withstand current (1s) Rall connection screw Flat screwdriver
R P N—— Tool @ @4 mm
o e S A N 1 20160
§£W% S S S Torale S 08Nm
a LHE O 7bin
:] § :J The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
. Q All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http:/www.abb.com
Z @33 € Res m @ &
Q CE : RoHS ¢ USR i CSA ! GostR :
[ :l
i Co 18 071"
heat ; " 23 097"
10 mm 0.394 in spacing
Accessories
Description iColor  :Type : Order code
1 End stops 10 mm 0.3%4in Grey[[]: BAM2 1SNA206351R1600
...... 9mm 0.354in : BADL : 1SNAB99903R0200 :
2 Gircuit separators 3 mm 0.118in Grey[_J: SCFM6 : 1SNA114825R0500 :
3 Terminal block Blank card ¢ White[J: RC810 : 1SNA234000R0200 :
markers : RC1010 : 1SNA238000R1600 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M16/12.P screw clamp terminal blocks
Ground - 12 mm 0.472 in spacing

Description
— Reliable electrical and mechanical contact with the rail,
— Flexibility: snap onto symmetrical and asymmetrical rails.

Ordering details

Description : Color ‘Type Order code Pkg Weight
- : : iay i(ipce) 9
L Ground Screw rail connection Green-yellow [l M16/12.P : 1SNA165130R2300 : i20 ¢ 40.00
L] (%
L z Main technical data Mounting instructions
> 2 Connecting capacity IEC UL CSA Rail C o+ r iG32,TH3575,
i 5 s TH35-15
| B 1 conductor  Rigi Wire stripping =4: £ 14 mm
- i perclamp ~ Flexble ~~ i2546mmz (i length 0.55in
‘.! Gauge Screw clamp : Flat screwdriver
o Tool @ i 055mm
M16/12.P e, i 00220
B Torque Q i 12-14Nm
Rated cross section O i 10.6-1241bin
Rated short-time withstand current (1s) Rell connection screw ¢ Flat screwdriver
Tool i 055mm
@ @0.22in
| fa Torque i 1Nm
L“; @ " 9ibin
] 8 The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
o :] All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
(>
HE € RHs WM @ O
= CE B i RoHS : USR : CSA : GostR :
2?
]

12 mm 0.472 in spacing

Accessories

Description iColor  :Type : Order code
1 1 End stops 10 mm 0.394in Grey []: BAM2 1SNA206351R1600
..... omm 03540 “BADL * 15NA399903R0200
2 Circuit separators 3 mm 0.118in Grey[[]: SCFM6 : 1SNA114825R0500 :
3 Terminal block Blank card ¢ White[ J: RC810 : 1SNA234000R0200 :
3 ,/gﬂ’ markers :RC1010 ¢ 15NA238000R1600 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

1SNC161010S0201 - Rev. A

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M35/16.P screw clamp terminal blocks
Ground - 16 mm 0.630 in spacing

Description
— Reliable electrical and mechanical contact with the rail,
— Flexibility: snap onto symmetrical and asymmetrical rails.
Ordering details
Description : Color Type : Order code Pkg | Weight
aty i (1pce) 9
Ground Screw rail connection Green-yellow [ : M35/16.P 1SNA165111R1400 20 50.50
g Main technical data Mounting instructions
g Connecting capacity IEC UL CSA Rail Co+ s iG32,TH35-75,
g r TH 35-15
" 1 conductor 6-4 AWG Wire stripping =4: 17 mm
per clamp length 0.67in
Screw clamp Flat screwdriver
Tool @8mm
M35/16.P @ 00320
......... Torque Cj 28-3Nm
Rated cross section 0AWG 4AWG O 24.9-26.7 Ib.in
Rated short-time withstand current (1s) Rall connection screw Flat screwdriver
e N — Tool @ @5.5mm
T f. @0.221n
N e s
N s N — Torque @ 28-3Nm
= 24.9-26.7 Ib.in
% :] The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
2 Al other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
Js € RS WM @ @
3 CE i ROHS : USR i CSA i GostR
|t :I
LLrCH 22 0.87"
T 27 1.07"
16 mm 0.630 in spacing
Accessories
Description iColor  :Type : Order code
1 1 End stops 10 mm 0.3%4in Grey[[]: BAM2 1SNA206351R1600
...... 9mm 0.354in : BADL : 1SNAB99903R0200 :
2 Terminal block Blank card White[_]: RC810 : 1SNA234000R0200 :
markers :RC1010 : 1SNA238000R1600 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D70/22.P screw clamp terminal blocks
Ground - 22 mm 0.866 in spacing

22 mm 0.866 in spacing

1SNC161070F0014

Description
Reliable electrical and mechanical contact with the rail.

Ordering details

Description : Color Type : Order code : {Pkg | Weight
ay :i(pce 9
Ground Screw rail connection Green-yellow [l: D70/22.P 1SNA400772R1300 10 222.00
Main technical data Mounting instructions
Connecting capacity IEC uL CSA Rail r TH 35-15
1 conductor  Rigid - Solid / Stranded : 4-00 AWG 4-00 AWG Wire stripping ;== { 25 mm
per clamp Flexible —  i16-70mmz : i length At :0.984n
with insulated ferrule
GaUge B Screw clamp ¢ ¢ Allen key
Tool L @6mm
B S O ooz
O SN SN S Torque C/ L 6-7Nm
Rated cross section o i 5634-623Ibin
Rated short-time withstand current (1s) :8400A ~ :8088A  :8088A Rail connection screw ¢ Allen key
...... Tool @ { @4mm
: 001580
Torque i 15-25Nm
@ i 133-2211bin

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

ce ! ‘RoHS M| @ | T !
CE : : RoHS :USRCNR: CSA : GostR
Accessories
Description iColor  :Type : Order code : :Pkg : Weight
aty (1pce) 9
1 End stops 2mm  0472in Grey[J: BADH 1SNA116900R2700 50 i 24.00
2 Terminal block markers Blank card White[]: RC1010 1SNA238000R1600 1 1.30

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D95/26.P screw

clamp terminal blocks

Ground - 26 mm 7.024 in spacing

1SNC161068F0014

D95/26.P
g
87 3.43" T
o o)
D 6} O 0| o D
° o %}
©
[@) 5
life] ol 3
U =)
s 46 1.81"

26 mm 7.024 in spacing
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Description
Reliable electrical and mechanical contact with the rail.

Ordering details

Description : Color Type Order code Pkg Weight
: : iay i(pee) 9
Ground Screw rail connection Green-yellow [l: D95/26.P : 1SNA400620R1700 : i10 ¢ 278.00
Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail i TH 35-15
1conductor  Rigid - Solid / Stranded : 35-120 mm2__ 2-0000 AWG _ 2-0000AWG _ Wire stripping : it 26 mm
per clamp _length 1.0230n
~ Screw clamp Allen key
Tool L o6mm
B R R © oo
. N SR Torque C/ . 9-95Nm
Ratedcrosssection ~ i95mm2 0000 AWG o i 79.5-8391Ib.in
Rated short-time withstand current (1s) : 11400 A .. Rail connection screw : Allen key

Tool ‘ i @4mm
@ L @0158in
Torque i 15-25Nm
@ i 133-22.11bin

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

ce | ‘RoHS! M @ @ @ €5 !
CE B : RoHS ! USRCNR : GCSA : GostR :
Accessories
Description iColor  :Type : Order code iPkg : Weight
: : : : fay i (1pog) 9
1 End stops 12 mm 0.472 inﬂ Grey[[]: BADH 1SNA116900R2700 50 ........... 2400
2 Terminal block markers Blank card White[[J: RC1010 1SNA238000R1600 1 1.30
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.

1SNC161013S0201 - Rev. A
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MA2.5/5.D2 screw clamp terminal blocks
Double deck - 5 mm 0.797 in spacing

Description
— Save space with double deck terminal blocks: 2 independent circuits connected in just 5 mm 0.797 in spacing,
— Flexibility: snap onto symmetrical and asymmetrical rails.

Ordering details

Description Color Type : Order code
Feed-through 2 feed-through circuits Grey O MA256D2 1SNA115490R1300
: Bue [: MA2.5/5.D2.N : 1SNA125490R1500 :

5 Beige []: MA25/6.D2  1SNA195490R1400
§ Main technical data Mounting instructions
g Connecting capacity IEC uL CSA Rail C o+ G32,THB5-75
= TH35-15
1 conductor Rigid - Solid / Stranded : 22-12 AWG 20-12 AWG Wire stripping | == 9 mm
per clamp F : length —+ 03540

MA2.5/5.D2 ( Tool @ Flat screwdriver
.................................................. ; {@35mm
.................................... @0.138in
Torque 04-06Nm
g @ :35-53b.in
N N :
5|8 Protection {1IP20 NEMA 1 : :
: :I The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
g % All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
e C€  RHS M @ & R R
3 CE H © RoHS ¢ USR ¢ GCSA ! GostR
]
5 mm 0.797 in spacing
Accessories
Description i Color i Type i Order code
1 1 End stops 12 mm 0.472in Grey[[]: BADH 1SNA116900R2700
2 End sections 1mm 0.089in : Grey["]: FEMBD : 1SNA118499R2300 :
3 Jumper bars 2 poles 24 A : BIMISD-2 : 1SNA176736R2100 :
‘ - BJMI5D-3 “ 1SNA176737R2200
3 : BIMI5D-4 : 1SNA176738R0300 :
: BIMISD-5 : 1SNA176739R0400 :
...... H : BIMI5SD-10 : 1SNA176740R1100 :
4 30A Grey[[J: PC5-2 : 1SNA113542R1000 :
,,,,,, : PC5-10 : 1SNA113544R1200 :
5 5 Insulating tips For lateral jumper bars type PC... EIP : 1SNA113550R2400 :
6 Circuit separators 0 mm 0in Grey[ ]: SCMA5D : 1SNA116720R2100 :
7 Shield connectors : CBM5D ¢ 1SNA173530R2400 :
8 Inner deck jumper bars V5 - 1SNA176259R1300
7 9 Terminal block markers Blank card White[]: RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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MA2.5/5.D2 screw clamp terminal blocks
Double deck - 5 mm 0.797 in Spacing

With partition

Ordering Details

Description i Color EType %Order Code %Pkg Weight
: iay  : (1pced

Feed-through 2 Feed-through circuits Grey []: MA2.5/6.D2.1 1SNA115491R0000 50 15.00

with partition

Main Technical Data ‘IEC ‘UL {CSA Nota

Rated voltage :

Impulse withstand voltage H

Protection £ 1P20 i NEMA 1

e RoHS' W0 @ 63 | :
5 mm 0.797 in Spacing CE i i RoHS | USR ! CCSA : Gt@l’-t :

Accessories

Description Color %Type Order Code Pkg Weight

1 D 2 : : : aty i (1pce) 9
......... AL2 1SNA164950R0000 50
Black [ll: FC2 1SNAQ07865R2600 100

With vertical interconnection and partition
Ordering Details

Description %Color %Type %Order Code Pkg Weight
: : gty (1pce)d
Feed-through 1 Feed-through circuit Grey []: MA2.5/5.D1.1 : 1SNA115530R1200 : (50 ¢ 16.00
with vertical interconnec- : : : :
tion and partition
Main Technical Data {IEC fUL {CSA Nota
Rated voltage :
Impulse withstand voltage
Protection £1P20 {NEMA 1
5mm 0.197 in Spacing e "RoHS' @ 6 :
CE i RoHS i i CSA i GostR i
o Accessories
1 2 Description %Color %Type %Order Code Pkg Weight
g : : : aty (1pce) 9
1. TestSockets | DIA2MmM0.079in .. AL2 1SNA164950R0000 B0
2 Test Plugs DIA2 mm 0.079 in Black [ll; FC2 1SNA007865R2600 100

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M4/6.D2 screw clamp terminal blocks

Double deck - 6

18NC161112F0014

M4/6.D2

167 264"

C > 645 254"

+ - 595 234"

6 mm 0.236 in spacing
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mm 0.236 in spacing

Description

— Save space with double deck terminal blocks: 2 independent circuits connected in just 6 mm 0.236 in spacing,
— Flexibility: snap onto symmetrical and asymmetrical rails.

Ordering details

Description Color Type : Order code
Feed-through 2 feed-through circuits Grey [J Mm4eD2 1SNA115271R2200
Blue [: : 1SNA125271R2400 :
Orange [: : 1SNA105049R0600 :
Yellow [ “ 1SNA105045R2200
Green [ : 1SNA105044R2100 :
Red M : 1SNA105048R0500 :
White [ “ 1SNA105046R2300
Black M 1SNA105047R2400
Beige [ : 1SNA195271R2300 :
Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail C o+ r G32,THB5-75
g TH 35-15
1 conductor Rigid - Solid / Stranded : 0.2-4 mm?2 22-12 AWG 24-10 AWG Wire stripping % 8.5mm
per clamp length 0.33in
........... Tool Flat screwdriver
: @ (@4mm
: 00157 n
Torque @ 05-08Nm

Protection

i44-7110b.n

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http:/www.abb.com

Ce ‘RoHS: W | @ 63
CE i RoHS ¢ USR ¢ GCSA : GostR @
Accessories
Description i Color i Type i Order code
1__End stops 04720 Grey[J: BADH TSNAT16900R2700
2 End sections 0.039in Grey["]: FEMGD : 1SNA118499R2300 :
3 Jumper bars 32A : BIMIBD-2 : 1SNA179668R2000 :
: BIMIBD-3 - 1SNA179669R2100 :
: BIMIBD-4 : 1SNA179670R2600 :
: BIMIBD-5 : 1SNA179671R1300 :
,,,,,, “BJMIBD-10 “1SNAT79672R1400
4 Lateral jumper bars 10 poles  35A : : PC61-10 : 1SNA163311R2200 :
5 Cross spacing jumpers 5mm 0.200i-6mm 0236 -8mm 0.3151n =10 : 1SNA173627R2100
6 Circuit separators 0 mm Oin : Grey[]: SCM6D : 1SNA113482R0500 :
,,,,,, fmm 0039 “SCFeD “1SNAT18495R 1700 ¢
7 ... Shield connectors : CBMsD : 1SNA173530R2400
8 Terminal block markers Blank card White[ 1: RC610 : 1SNA233000R0100

Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Technical data valid for copper conductors only.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
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M4/6.D2 screw clamp terminal blocks
Double deck - 6 mm 0.236 in spacing

g amme | With partition

Ordering details

Description %Order code Pkg Weight
: : ‘ay  : (1pce)g

Feed-through 2 feed-through circuits :  Grey [1:M4/6D24 1SNA115126R0100 50 o 20.00
with partition 1SNA125126R0300 50 20.00

Main technical data

Rated voltage
Impulse withstand voltage
Protection
6 mm 0.236 in spacing CCS RRC;L';S g g Gts‘z
Accessories
Description %Color %Type §0rder code %Pkg Weight
1 D 2 : : : : gy i (1poe) 9
1 Test sockets DIA2 mm 0.079 in AL2 1SNA163070R0000 50
,,,,,,,,, : :AL3 : 1SNA163261R0000 :
2 Test plugs DIA2 mm 0.079 in Black [l FC2 : 1SNA007865R2600 :

With test socket DIA 2 mm 0.079 in

Ordering details

Description i Color i Type i Order code i Pkg i Weight
gty i (1pce)d
Feed-through 2 feed-through circuits Grey [ M4/6.D2.2 “1SNAT15322R1500 : 750 i 20.00
with 2 tests sockets H
DIA2 mm 0.079 in

Main technical data

Rated voltage
Impulse withstand voltage :
Protection P10 i NEMA
6 0.236 i i T H H : : : g
mm in spacing e | “RoHS @ &
CE : ' RoHS ¢ CSA i GostR
Accessories
1 Description Color %Type Order code Pkg Weight
: : : : iay : (1pee) 9
1 Test plugs DIA 2 mm 0.079 in Blackll: FC2 : 1SNA007865R2600 : :100
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M4/6.D1 screw clamp terminal blocks
Double deck - 6 mm 0.236 in spacing

Description
— Ease one potential distribution on 4 independent screw clamps,
— Flexibility: snap onto symmetrical and asymmetrical rails.

Ordering details

Description i Color Type : Order code : {Pkg | Weight
qty (1pce) 9
Feed-through 1 feed-through circuit Grey [1:M4/6.D1.1 1SNA115204R2000 50 20.00
< Blue [J: M4/6.D1.1N 1SNA125204R2200 50 20.00
§ Main technical data Mounting instructions
g Connecting capacity IEC UL CSA Rail C o+ r iG32,TH35-7.5,
. s TH 35-15
1 conductor  Rigi id / Stranded 24-10 AWG Wire stripping | == 8.5mm
per clamp length A 0.38in
Tool Flat screwdriver
M4/6.D1 @ 4 mm
@0.16in
25A/ 10 AWG
Torque 05-08Nm
600V @/ 4.4-7.1b.in
Protection

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com

€ RoHs @ €&
CE H ¢ RoHS ¢ ¢ CSA i GostR
6 mm 0.236 in spacing
Accessories
Description i Color i Type i Order code
1 2 1 End stops 12 mm 0.472in Grey[[]: BADH 1SNA116900R2700
2 End sections 1mm 0.089in Grey["]: FEMBD 1SNA118499R2300
Jumper bars 2 poles 32A BJMIGD-2 1SNA179668R2000
BJMIBD-3 1SNA179669R2100
3 4 y BJMIGD-4 1SNA179670R2600
BJMIBD-5 1SNA179671R1300
...... BJMIGD-10 1SNA179672R1400
4 Lateral jumper bars 10 poles 35 A PC61-10 1SNA163311R2200
5 % 6 ,,.’Q ...... Cr.oss spacing jumpers 5mm 0.200in-6mm 0236in-8mm 0315 n EL6 1SNA173627R2100
i.! Gircuit separators 0mm 0 Grey 7 SOMBD TSNAT13482R0500
...... 1mm 0.089in SCF6D 1SNA118495R1700
7 .. Shield connectors CBM5D 1SNA173530R2400
8  Terminal block markers Blank card White[J: RC610 1SNA233000R0100
7 8 ’aan Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M4/6.D1 screw clamp terminal blocks
Double deck - 6 mm 0.236 in spacing

#  a4mmz : With vertical interconnection and partition

omo """"""""""""""""""""" Ordering details

Description i Color EType %Order code Pkg Weight
: : ‘ay  : (1pce)g

Feed-through 1 feed-through circuit Grey [:M46D1 1SNA115166R1100 50 o 20.00
with vertical interconnec- Blue [J: M4/6.D1.N 1SNA125166R1300 50 20.00

tion and partition

Main technical data Nota
Rated voltage
Impulse withstand voltage
Protection
6 mm 0.236 in spacing C€ RoHS
CE RoHS
Accessories
1 D 2 Description Color Type Order code
1 Test sockets DA2mm0.079in AL2 1SNA163070R0000
..... DIA3mm 0.120in o (AL3 : 1SNA163261R0000 :
2 Test plugs DIA 2 mm 0.079 in Black [ll; FC2 : 1SNAQ07865R2600 :
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M6/8.D screw clamp terminal blocks
Double deck - 8 mm 0.375 in spacing

Description

— Save space with double deck terminal blocks: 2 independent circuits,
— Flexibility: snap onto symmetrical and asymmetrical rails.

Ordering details

Description i Color Type : Order code : {Pkg | Weight
qty (1pce) 9
Feed-through 2 feed-through circuits :  Grey []: M6/8.02 1SNA115501R1200 50 33.00
. Beige [1: M6/8.D2 1SNA195501R1300 50 33.00
% Main technical data Mounting instructions
§ Connecting capacity IEC UL CSA Rail C o+ r G32,TH35-75,
) i TH 35-15

1 conductor  Rigi id / Stranded 8 AWG Wire stripping ;=== 12 mm
per clamp length 047in
Tool Flat screwdriver
M6/8.D @ ©4-5mm
@0.157-0.197 in
45A/8 ANG
Torque 0.8-1Nm
600 V @ 7.1-891b.in
%
o Protection
?8 i The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
o :l All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com
N € RoHs W @ €O T D
Ja CE i i RoMS | USR ! OSA | GostR !
]
8 mm 0.375 in spacing
Accessories
Description i Color i Type i Order code
! 1 Endstops 2mm  04720n Grey[]' BADH 1SNAT16900R2700
2 End sections 1mm 0.039in Grey["]: FEM8D1 1SNA116656R2500
3 Jumper bars 2 poles 41A BJMIB-2 1SNA176669R1600
BJMI8-3 1SNA176670R1300
3 BJMIB-4 1SNA176671R0000
BJMIB-5 1SNA176672R0100
BJMIB-10 1SNA176673R0200
Oin Grey[]: SCM6 1SNA113003R1000
5 Terminal block markers Blank card White[J: RC810 1SNA234000R0200

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA234000R0200
www.abb.com/productdetails/1SNA113003R1000
www.abb.com/productdetails/1SNA176673R0200
www.abb.com/productdetails/1SNA176672R0100
www.abb.com/productdetails/1SNA176671R0000
www.abb.com/productdetails/1SNA176670R1300
www.abb.com/productdetails/1SNA176669R1600
www.abb.com/productdetails/1SNA116656R2500
www.abb.com/productdetails/1SNA116900R2700
www.abb.com/productdetails/1SNA195501R1300
www.abb.com/productdetails/1SNA115501R1200

M6/8.D screw clamp terminal blocks
Double deck - 8 mm 0.375 in spacing

8 mm 0.375 in spacing

e

8 mm 0.375 in spacing

With partition

Ordering details

Description i Color EType %Order code %Pkg Weight
: iay  : (1pced
Feed-through 2 feed-through circuits Grey []: M6/8.D2.1 1SNA115497R0600 50 33.00
with partition
Main technical data ‘IEC ‘UL {CSA Nota
Rated voltage :
Impulse withstand voltage H
Protection £ 1P20 i NEMA 1
€ RoHs W @ &
CE : : RoHS : USR : CSA : GostR :
Accessories
Description Color %Type Order code Pkg Weight
: : : iqty i (1pee) 9
1 Test sockets DA2mm0.079in AL2 1SNA163043R2100 ] ‘
.............. A3 : 1SNA163261R0000 :
0gn. . Black l: FC2 : 1SNAQO7865R2600 :
DIA4 mm 0.157 in White[]: FC4 : 1SNA167860R0100 :

With vertical interconnection and partition
Ordering details

Description i Color i Type i Order code i Pkg | Weight
: : iay i (1pce)g
Feed-through 1 feed-through circuit Grey []; M6/8.D1 : 1SNA115498R1700 : (50 ¢ 386.00
with vertical interconnec- i H H : H
tion and partition :
Main technical data {IEC fUL {CSA Nota
Rated voltage :
Impulse withstand voltage
Protection £ 1P20 ENEMA 1
€ . ‘RoHs: = @ @ 63 :
CE : : RoHS USR i CSA i GostR
Accessories
Description Color %Type Order code Pkg Weight
: : : gy : (lpce) 9
1 Test sockets DIA2mm0.079in AL2 1SNA163043R2100 ] :
DIA3mm0.720 in : i AL3 : 1SNA163261R0000 :
T Bkl FG2 - 1SNA0O7865R2600
DIA4mm0.157 in White[]: FC4 : 1SNA167860R0100 :

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA167860R0100
www.abb.com/productdetails/1SNA007865R2600
www.abb.com/productdetails/1SNA163261R0000
www.abb.com/productdetails/1SNA163043R2100
www.abb.com/productdetails/1SNA115498R1700
www.abb.com/productdetails/1SNA167860R0100
www.abb.com/productdetails/1SNA007865R2600
www.abb.com/productdetails/1SNA163261R0000
www.abb.com/productdetails/1SNA163043R2100
www.abb.com/productdetails/1SNA115497R0600

D2.5/6.DP screw clamp terminal blocks
Double deck + ground - 6 mm 0.236 in spacing

D2.5/6.DP

1SNC161278F0014

+ 51 201" LI585 2.30"

== INMIIENNISIE]

6 mm 0.236 in spacing

1 2
3 8
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Description

— Save space with triple deck terminal blocks: 2 independent circuits in just 6 mm 0.236 in spacing,

— Adapted for 2 wires sensor/actuator with ground.

Ordering details

Description Color Type Order code Pkg Weight
: : ‘ay : (lpce) 9
Feed-through + For 2 wires sensor with Grey, D2.5/6.DPA1 : 1SNA115643R2700 : 126 16.00
ground ground - 2 feed-through ; Green-Yellow
circuits - 1 ground :
circuit
Main technical data Mounting instructions
Connecting capacity IEC iuL CSA Rail C o+~ G32,TH35-75
H s TH 35-15
1 conductor  Rigid - Solid / Stranded : 0.2-2.5 mm? 22-14ANG | Wire stripping | === 6 mm
per clamp Flexible 0.22-2.5 mm2 length 0.24in
........... Gauge Tool Flat screwdriver
...... . : @ :03.5mm
...... ‘ £00.138in
Rated current / Rated cross section
Rated short-time withstand current (1s) Torque C/ 0.4-0.6N.m
i (O

Protection : IP20

i NEMA 1

135-530bin

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.

All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com

€  RoHS W | @ 63
CE H : RoHS ! USR H CSA ¢ GostR @

Accessories

Description i Color i Type i Order code
1__End stops 04721n Grey[]: BADH 1SNAT16900R2700
2 End sections 0.118in Grey[ |: FEDSE “1SNAT16771R2000 :
3 Jumper bars 22A i : BJD6 : 1SNA178024R2500 :

- 1SNA178025R2600
- 1SNA178026R2700
- 1SNA178027R2000
£ 1SNA178032R2500 :
,,,,, ; ] . 1SNA178033R2600 :
4 Cross spacing jumpers 5mm 0.200i-6mm 0236 -8mm 0.3151n “EL6T “ 1SNA177812R1700
5 Terminal block markers Blank card : White[]: RC65 : 1SNA232000R0000 :

Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA232000R0000
www.abb.com/productdetails/1SNA177812R1700
www.abb.com/productdetails/1SNA178033R2600
www.abb.com/productdetails/1SNA178032R2500
www.abb.com/productdetails/1SNA178027R2000
www.abb.com/productdetails/1SNA178026R2700
www.abb.com/productdetails/1SNA178025R2600
www.abb.com/productdetails/1SNA178024R2500
www.abb.com/productdetails/1SNA116771R2000
www.abb.com/productdetails/1SNA116900R2700
www.abb.com/productdetails/1SNA115643R2700

D2.5/6.DA screw clamp terminal blocks
Triple deck - 6 mm 0.236 in spacing

D2.5/6.DA

51 207" LI585 2.30'

—

w\_!_r 36.5 1.44" )

6 mm 0.236 in spacing

1SNC161154F0014

Description
— Save space with triple deck terminal blocks: 3 independent circuits connected in just 6 mm 0.236 in spacing,
— Adapted for 3 wires sensor/actuator.

Ordering details

Description Color Type Order code

y i (ipoe) 9
25 1300

Feed-though  For3wiessensor  Grey L. D25/6.DA 1SNATTS64TRTI00
- 3 feed-through circuits : : H :

Main technical data Mounting instructions

Connecting capacity IEC uL CSA Rail C o+~ G32TH3575,
1 TH 35-15
1 conductor 20-12 AWG 22-14 AWG Wire stripping 6mm
perclamp  Flexible  :02225mm® : length = 0.24in
...................... Tool Flat screwdriver
......... ; @ 035mm
} : 20.138in
e 26 A7 12AWG | 204/ 14 AWG
. Torque 0.4-0.6Nm
300V @

135-53bin

Impulse withstand voltage T

Protection : IP20 i NEMA 1 : :

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.

All other data are provided as supplementary information only. for more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

€ RoHS' R | @ | €3
CE H : RoHS ¢ USR H CSA : GostR *

Accessories

Description : Color i Type i Order code

1 End stops 12mm  0.472in Grey[]: BADH 1SNA116900R2700

2 End sections 3mm 0.118in Grey[ 1 FEDE “1SNAT16771R2000

3 Jumper bars 2poles  22A : 1SNA178024R2500 :
- 1SNA178025R2600
- 1SNA178026R2700
- 1SNA178027R2000
£ 1SNA178032R2500

,,,,,, ; . 1SNA178033R2600 :

4 Cross spacing jumpers 5mm 0.200i -6rmm 0.236n-8mm 0.3151n ‘EL61 “ 1SNA177812R1700

5 Terminal block markers Blank card : White[ ]; RC65 : 1SNA232000R0000 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA232000R0000
www.abb.com/productdetails/1SNA177812R1700
www.abb.com/productdetails/1SNA178033R2600
www.abb.com/productdetails/1SNA178032R2500
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www.abb.com/productdetails/1SNA116771R2000
www.abb.com/productdetails/1SNA116900R2700
www.abb.com/productdetails/1SNA115541R1100

D4/6.T screw clamp terminal blocks
Triple deck - 6 mm 0.236 in spacing

Description
Save space with triple deck terminal blocks: 3 independent circuits connected in just 6 mm 0.236 in spacing;
— closed terminal block: no end section needed, optimized rigidity.

Ordering details

Description : Color ‘Type Order code Pkg Weight
: : iqty i (1pee)9
Feed-through 3 feed-through circuits Grey [C:D4/6.T3 : 1SNA299683R0100 : (25 i 27.00
: ¢ g Main technical data Mounting instructions
> 1 & Connecting capacity IEC uL CSA Rail C o+~ G32,TH35-75,
. E 5 r TH35-15
5 < 2 i iDpi
- 1 1 conductor .. Wire stripping =,¢: 9.5 mm
- 'i] [ B per clamp length :0.37in
P . H H
 § s &
- Tool Flat screwdriver
p4e6T @ : @ 4mm
. . H i ©07160n
Rated current / Rated cross section ~ :32A/4mm?2 :20A/12 AWG
Rated short-time withstand current (1s) i . Torque 0.5-0.8N.m
90 3.54" Rated voltage @ i44-71 Ib.in
Impulse withstand voltage 16000V i :
o Protection :IP20 NEMA 1
b The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
~ All other data are provided as supplementary information only. for more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
2 € RoHs M. | & N T S R A A
CE : : RoHS : USRCNR : : GostR :

s 72 283"

1 '
H 43.4 1.70"

6 mm 0.236 in spacing

Accessories

Description Color Type Order code
! 1 End stops 12mm 04720 Grey[J: BADH 1SNA116900R2700
2 Jumper bars 32A ; : BIM62 : 1SNA173217R2600 :
: ] : 1SNA173218R0700 :
: 1SNA173219R0000
3 : 1SNA173221R2200 :
,,,,, : : - 1SNA173226R2700 :
3 Lateral jumper bars 10 poles 35 A : PC61-10 : 1SNA163311R2200 :
4 Circuit separators 1.5mm  0.059in . Whie[ J: SCD : 1SNA103189R2600 :
5 Test sockets DIA2 mm 0.079 in (A2 : 1SNA167319R0600 :
5 6 6 Test plugs DIA 2 mm 0.079 in Black ll: FC2 : 1SNAQ07865R2600 :
7 Terminal block markers Blank card White[J: RC65 : 1SNA232000R0000 :
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground screw clamp terminal blocks

Description : Color Type : Order code :Pkg : Weight
: : iqy : (1poe) 9

Ground Profile aligned with D4/6.T3... Green-yellow [M: D4/6.P.T1 : 1SNA199220R0000 : (25

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.

54 | ABB SNA series - Terminal blocks

1SNC161026S0201 - Rev. A


www.abb.com/productdetails/1SNA199220R0000
www.abb.com/productdetails/1SNA232000R0000
www.abb.com/productdetails/1SNA007865R2600
www.abb.com/productdetails/1SNA167319R0600
www.abb.com/productdetails/1SNA103189R2600
www.abb.com/productdetails/1SNA163311R2200
www.abb.com/productdetails/1SNA173226R2700
www.abb.com/productdetails/1SNA173221R2200
www.abb.com/productdetails/1SNA173219R0000
www.abb.com/productdetails/1SNA173218R0700
www.abb.com/productdetails/1SNA173217R2600
www.abb.com/productdetails/1SNA116900R2700
www.abb.com/productdetails/1SNA299683R0100

D4/6.T screw clamp terminal blocks
Triple deck - 6 mm 0.236 in spacing

1 feed-through circuit
Ordering details

Description i Color EType %Order code Pkg Weight
: : iqty : (1pce)d
Feed-through 1 feed-through circuit Black Il D4/6.T1 : 1SNA199219R0300 : i25 1 20.00

Main technical data IEC ‘UL {CSA Can not be fitted with accessories : test sockets,

Rated voltage  7soov  isooy i test plugs and jumper bars BJM62
Impulse withstand voltage

Protection INEMAT
CE B : RoHS : USRCNR : i GostR i
Accessories
6 mm 0.236 in spacing Description éCoIor §Type éOrder code éPkg Weight
: : : : iay : (1pce) 9
% 1 Jumper bars 1 poles 24 A Grey[]: AD2.5 : 1SNA114205R2000 : (50 1.60
1
With ground, 3 feed-through circuit
Ordering details
Description : Color : Type : Order code :Pkg : Weight
: : iay i (1pce)g
Feed-through + 3 feed-through circuits Grey L: D4/6.T3.P " 1SNA299684R0200 25 3000

ground + 1 ground

Main technical data

Rated voltage

Impulse withstand voltage

Protection
ce ! ‘ROHS | Mhu | LT
CE B i RoHS i USRCNR : i GostR i

6 mm 0.236 in spacing

1SNC161103S0201 - Rev. A

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.

ABB SNA series - Terminal blocks | 55


www.abb.com/productdetails/1SNA299684R0200
www.abb.com/productdetails/1SNA114205R2000
www.abb.com/productdetails/1SNA199219R0300

D4/6.P.T1 screw clamp terminal blocks
Ground - 6 mm 0.236 in spacing

1SNC161180F0014

D4/6.P.T1

90 3.54"

I 795 3.13"

- 72 283"

6 mm 0.236 in spacing
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Description
— Reliable electrical and mechanical contact with rail,
— Ease ground distribution on 7 independent screw clamps.

Ordering details

Description : Color Type %Order code %Pkg Weight
: : iqty :(ipce) 9

Ground Screwless rail con- Green-yellow [ D4/6.P.T1 1SNA199220R0000 25

nection
Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail C o+ r G32,TH3575
1 TH 35-15
1 conductor  Rigid - Solid / Stranded : 0.2- 22-12 AWG Wire stripping | == : 9.5 mm
:0.22-4 mm?

per clamp Flexible length —* 0.371n

Screw clamp ¢ * Flat screwdriver

Tool { Q4mm
...... ) @ 100160
. Torque { 05-08Nm
Rated cross section @ 4.4-71bin

Rated short-time withstand current (1s)

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is @ mandatory information required by IEC, UL and CSA standards
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http:/www.abb.com

CE H

i RoHS i USRONR i i GostR i

Accessories

Description iColor  :Type : Order code iPkg : Weight
1 _End stops 12 mm 0472in Grey[[]: BADH 1SNA116900R2700
2 Jumper bars 1 poles 24 A . : Grey[]: AD2.5 : 1SNA114205R2000 :
3 Lateral jumperbars 10poles  35A i PC61-10 : 1SNA163311R2200 :
4 Terminal block markers Blank card © White[ J: RC65 : 1SNA232000R0000 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.

1SNC161007S0201 - Rev. A


www.abb.com/productdetails/1SNA232000R0000
www.abb.com/productdetails/1SNA163311R2200
www.abb.com/productdetails/1SNA114205R2000
www.abb.com/productdetails/1SNA116900R2700
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MA2.5/5.SNB screw clamp terminal blocks
Disconnect with blade - 5 mm 0.797 in spacing

Description

— Ease your disconnect operations with the disconnect blade operated by hand or with screwdriver,
— Same profile as MA2.5/5 feed-through terminal block for aligned marking and identical end section use.

Ordering details

Description i Color Type : Order code : {Pkg | Weight
aty (1pce) 9
Disconnect Grey-orange H: MA2.5/5.SNB 1SNA115699R2000 50 8.00
g Main technical data Mounting instructions
g Connecting capacity IEC uL CSA Rail CoHvr G32,TH3575
& ir TH 85-15
? 1 conductor .. Wire stripping =4‘: 10 mm
per clamp length 0.39in
........... e . . Tool Flat screwdriver
: @ (035mm
MA2.5/5.SNB @0.138in
Torque 0.4-06Nm
wsi7  PRatedvoltage . C/ 3.5-5.31b.in
- Protection -P20  NEIIA 1 . .
N The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
5 § P All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
© 482 T H T T T H T H H T T T T
S99 MES e ‘RoHS ! € | e
8 5 5 :| CE i S i oCSAus | GostR i
Js Js
“5 )
¥y = At
i {518 0.77"
et ; 2 091"
5 mm 0.797 in spacing
Accessories
Description i Color i Type i Order code
1 End stops 10 mm 0.394in Grey[[]: BAM2 1SNA206351R1600
..... 9mm 0.354in ; : BADL : 1SNA399903R0200 :
2 End sections 2.8mm 0.110in Grey[]: FEM6 : 1SNA118368R1600 :
3 Lateral jumperbars 2poles 30 A Grey[]: PC5-2 : 1SNA113542R1000
..... 10 poles : PC5-10 - 1SNA113544R1200 :
4 Circuit separators 3 mm 0.118in Grey[J: SCFMB ¢ 1SNAT14825R0500
..... : SCF6 : 1SNA118707R0300 :
5 Shield connectors : CBM5 : 1SNA178745R1400 :
"E’ 6 Terminal block markers Blank card White[J: RC510 : 1SNA231000R0700 :
5 6 ﬂa Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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MA2.5/5.SNBT screw clamp terminal blocks
Disconnect with blade - with test socket
5 mm 0.797 in spacing

25mm2 Description
s : — Ease your test operations with the two built-in test socket,
12 AWG i — Ease your disconnect operations with the disconnect blade operated by hand or with screwdriver,

— Same profile as MA2.5/5 feed-through terminal block for aligned marking and identical end section use. 9
Ordering details

Description i Color Type : Order code : ‘Pkg i Weight
aty (1pce) 9
. Disconnect With 2 tests sockets Grey-orange = i MA2.5/5.SNBT 1SNA115700R0500 50 11.00
g DIA2mm0.079in ;. e S NN . .
§ With 2 tests sockets  Grey-orange H: MA2.5/5.SNBT 1SNA115701R2200 50 11.00
?;3 DIA23mm0.097in  :  Grey-grey F5: MA2.5/5.SNBTA 1SNA115505R1600 50 11.00
2 Blue-grey F5: MA2.5/5.SNBTA 1SNA125505R1000 50 11.00
Main technical data Mounting instructions
Connecting capacity IEC uL CSA Rail C o+ r iG82,THB5-75
v TH 35-15
MA2.5/5.SNBT 1conductor  Rigid - Solid/ Stranded : 0.5-4mm2 ¢ 28-12AWG  Wire stripping =4: 10mm
per clamp length 0.39in
s Tool Flat screwdriver
445 1.75" @ 035mm
20.1381in
Bl L
E Rated current / Rated cross section .‘ o 15A/12 AWG
5 8 0% Rated short-time withstand current (1s) Torque Cj 04-06N.m
& 9 SRS Rated voltage 600V @ 3.5-5.3b.in
8|" S0 impulse withstand voit
5 NS Impulse withstand voltage
Jl S ] B § Protection
The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
° ]
] All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
o C€  RMs € €&
CE : : RoHS : cCSAus : GostR
5 mm 0.797 in spacing
Accessories
Description : Color i Type i Order code
1 1 End stops 10 mm 0.394 in Grey[[]: BAM2 1SNA206351R1600
...... 9mm 0.354in BADL 1SNA399903R0200
2 End sections 28mm 01100 Grey[(]: FEM6 1SNA118368R1600
3 Lateral jumperbars 2 poles ~ 30A Grey[]: PC5-2 1SNA113542R1000
s & o« NN 10 poies PC5-10 1SNAT13544R1200
4 Circuit separators 3 mm 0.118in Grey[[]: SCFM6 1SNA114825R0500
...... SCF6 1SNA118707R0300
5 Test plugs DIA2mm 0.0791in Black Ill: FC2 1SNA007865R2600
6 Shield connectors CBM5 1SNA178745R1400
5 6 7 Terminal block markers Blank card White[]: RC510 1SNA231000R0700

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

1SNC161018S0201 - Rev. A

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M4/6.SNB screw clamp terminal blocks
Disconnect with blade - 6 mm 0.236 in spacing

Description
— Ease your disconnect operations with the disconnect blade operated by hand or with screwdriver,
— Same profile as M4/6 feed-through terminal block for aligned marking.

Ordering details

Description i Color i Type i Order code : iPkg | Weight
aty (1pce) 9
Disconnect ~ Grey, Orange H: M4/6.SNB 1SNA115986R0000 50 11.00
Orange, Orange 5 : M4/6.SNB 1SNA105053R2200 50 11.00
% Grey, Grey H : M4/6.SNB 1SNA115686R1300 50 11.00
& Beige, Grey 1 : M4/6.SNB 1SNA195686R1400 50 11.00
H Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail C o+ r G32,THB5-75
I TH 35-15
1 conductor Rigid - Solid / Stranded : 0.5-4 mm? 22-10 AWG 24-10 AWG Wire stripping ﬁ 95mm
per clamp Flexible - mm? length 0.37in
M4/6.SNB with insulated ferrule
....... Gauge Tool @ Flat screwdriver
........... @ 4 mm
@0.16in
445 175" e .
Rated current / Rated cross section 10A/10AWG : 15 A/ 10 AWG
. Torque @ 0.5-0.6N.m
o Rated voltage 300V 600V 4.4-531b.in
o 8 - Impulse withstand voltage
& 9 IR Protection NEMA 1
8 [N 2 :I The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
J N 3 o g All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
e )" ce | ‘RoHS: Su = @ @ 63 | ' ' ' ' ' ' '
] CE ! i RoHS ! USR | cCSAus i GostR
6 mm 0.236 in spacing
Accessories
Description : Color : Type : Order code
1 1 End stops 10 mm 0.3%4 in Grey[[]: BAM2 1SNA206351R1600
,,,,,, 9mm 0.354in BADL 15NA399903R0200
2 End sections 3mm 0.118in Grey[]: FEM62 1SNA114994R0700
3 Jumper bars 1 poles 24 A Grey[J: AD2.5 1SNA114205R2000
3 4 Lateral jumper bars 10 poles 35 A PC61-10 1SNA163311R2200
5 Circuit separators 3 mm 0.118in Grey[]: SCFM6 1SNA114825R0500
6 Shield connectors CBMS 1SNA178745R1400
7 Terminal block markers Blank card White [J: RC610 1SNA233000R0100
Complete list of accessories is indicated in the terminal block datasheet.
5 Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M4/6.SNBT screw clamp terminal blocks
Disconnect with blade - with test socket - 6 mm 0.236 in spacing

M4/6.SNBT

44.5 1.75"

1SNC161192F0014

C > 66 2.59"

+ - 61 240" J 685 2.69"

6 mm 0.236 in spacing

52 | 595
284"

C o 57 224"
2.05"

Description

— Ease your test operations with the two built-in test sockets,
— Ease your disconnect operations with the disconnect blade operated by hand or with a screwdriver,
— Same profile as M4/6 feed-through terminal block for aligned marking.

Ordering details

Description i Color Type : Order code ‘Pkg i Weight
aty (1pce) 9
Disconnect With 2 tests sockets ~ : Grey, orange = : M4/6.SNBT 1SNA115987R0100 11.00
DIA2 mm 0.079 in  Grey, gey = 1SNA115438R1200 11.00
 Beige, grey 5 1SNA195438R1300 11.00
With 2 tests sockets  : Grey, orange 55 1SNA206538R0200 11.00
DIA 2.3 mm 0.097 in Beige, orange =i M4/6.SNBT 1SNA115495R0400 11.00
Main technical data Mounting instructions
Connecting capacity IEC uL CSA Rail C o+ r G32,TH35-75,
s TH 35-15
1 conductor 22-10AWG i 24-T0AWG  Wire stripping =4: 9.5mm
per clamp length 0.374in
....... Tool Flat screwdriver
@ @4 mm
@0.157 in
Rated current / Rated cross section 154710 AWG
Torque 0.5-0.6Nm
Rated voltage 600V @ 4.4-531b.in
Impulse withstand voltage

Protection

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

Ce ‘RoHS| W\ @ @ @ 63 |
CE

i oCSAus | GostR i

: RoHS : USR

Accessories

Description : Color i Type i Order code
1 End stops 10 mm 0.39%4in Grey[[]: BAM2 1SNA206351R1600
...... 9mm 0.354 in BADL 1SNA399903R0200
2 End sections 3mm 0.118in Grey[]: FEM62 1SNA114994R0700
3 Jumper bars 1poles  24A Grey[]: AD2.5 1SNA114205R2000
4 Lateral jumper bars 10 poles 35 A PC61-10 18NA163311R2200
5 Circuit separators 3 mm 0.118in Grey[]: SCFM6 1SNA114825R0500
6 Test plugs DIA 2 mm 0.079 in Black [ll: FC2 1SNA007865R2600
7 Shield connectors CBM5 1SNA178745R1400
8  Terminal block markers Blank card White [J: RC610 1SNA233000R0100

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.

1SNC16105850201 - Rev. A
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M6/8.SNB screw clamp terminal blocks
Disconnect with blade - 8 mm 0.375 in spacing

Description

— Ease your disconnect operations with the disconnect blade operated by hand or with screwdriver,
— Same profile as M6/8 feed-through terminal block for aligned marking.

Ordering details

Description i Color Type : Order code : {Pkg | Weight
aty (1pce) 9
Disconnect ~_Grey Grey H: M6/8.SNB 1SNA115688R2500 50 19.00
. Orange, Orange B : M6/8.SNB 1SNA105055R2400 50 19.00
5 Main technical data Mounting instructions
§ Connecting capacity IEC UL CSA Rail C o+ r G32,TH35-75,
2 i TH 35-15
1 conductor 05-10mm2  : 22-8 AWG 22-8 AWG Wire stripping ;== 12 mm
per clamp length +—+ 047in
....... Tool Flat screwdriver
Me/s&SNB @ @45mm
......... @ 0.16-0.20in
Eéféd current / Rated cross section 20A/8AWG :20A/8 AWG
. Rated short-time withstand current (1s) Torque 0.8-1Nm
T Rated voltage 300V 600V @ 7.1-89bin
. Impulse withstand voltage
g - Protection NEMA 1
o N 0 % The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
N :] o o) & 33 All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http:/www.abb.com
NE €  RoHs W @ & N
J o (|4 N a8 CE_ i i RoHS | USR ! oCSAus | CostR
I — J ]‘“
L
= |
: (15205 081"
U‘ : 255 1.04"
5 1.
8 mm 0.375 in spacing
Accessories
Description i Color i Type i Order code
1 1 End stops 10 mm 0.394in Grey[[]: BAM2 1SNA206351R1600
...... 9mm 0.354in BADL 1SNA399903R0200
2 End sections 3mm 0.118in Grey[]: FEM8 1SNA113373R2600
3 Jumper bars 1 poles 24 A Grey[J: AD2.5 1SNA114205R2000
3 4 Lateral jumper bars 2 poles 50A PC8-2 1SNA116538R1700
PC8-3 1SNA116539R1000
PC8-4 1SNA116540R2500
...... 10 poles PC8-10 1SNA163313R2400
5 Circuit separators 3 mm 0.118in Grey[J: SCFMB 1SNA114825R0500
5 6 Test plugs DIA2 mm 0.079 in Black Il FC2 1SNA007865R2600
7 Terminal block markers Blank card White[[]: RC810 1SNA234000R0200
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M4/6.D2.SNBT screw clamp terminal blocks
Disconnect with blade - with test socket - 6 mm 0.236 in spacing

Description
fed = Save space with double deck terminal blocks: 1 disconnect circuit on top + 1 independent feed-through
circuit on bottom in just 6 mm 0.236 in spacing,
— Ease your disconnect operations with the disconnect blade operated by hand or with screwdriver,

— Same profile as M4/6.D2 feed-through terminal block for aligned marking and identical end section use.

Ordering details

Description : Color ‘Type : Order code iPkg : Weight
z oty : (1pee) 9
g Disconnect  With 4 tests sockets Grey )¢ M4/6.D2.5NBT : 1SNA1156561R1500 (50 ¢ 21.00
g DIA2 mm 0.079 in : : ; ; ; ;
: Main technical data Mounting instructions
Connecting capacity IEC uL CSA Rail C o+~ G32TH35-75,
v TH 35-15
1 conductor Rigid - Solid / Stranded : 0.5-4 mm? 24-12 AWG 24-10 AWG Wire stripping =4:, 9.5mm
M4/6.D2.SNBT perclamp ~ Flexbe ~~~:054mmz i o length 0.374in
........... Tool Flat screwdriver
@ @4 mm
81 3.19" @0.157 in
& 20A/ 12AWG : 154/ 10 AWG
0 @ Torque 0.5-0.6 N.m
5 ;3 S &S 8 600V G 44-53bin
8|~ | S
ML 5 88 Protection
N l ]N The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
] ) All other data are provided as supplementary information only. for more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
| T T T T T H T T T T T T T T T
i Cpo 325 1.28] ce | ‘ROHS: M | & | 63 |
1 I38 1.50" CE B i RoHS : USRCNR : cCSAus : :
6 mm 0.236 in spacing
Accessories
Description : Color i Type i Order code
1 2 1 End stops 12 mm 0.4721in Grey[]: BADH 1SNA116900R2700
2 End sections 1.mm 0.039.in Grey["1: FEMS6D 1SNA116591R0500
3 Jumper bars 32A Grey[]: BJMIBD-2 1SNA179668R2000
BJMIBD-3 1SNA179669R2100
3 4 y BJMIBD-4 1SNA179670R2600
BJMIBD-5 1SNA179671R1300
...... BJMIBD-10 1SNA179672R1400
4 Lateral jumper bars 10 poles 35 A PC61-10 1SNA163311R2200
5 Cross spacing jumpers 5mm 0.200/n -6 mm 0.236n - 8 mm 0.315 in EL6 1SNA173627R2100
5 % 6 6 Test plugs DIA2 mm 0.079 in Black ll: FC2 1SNA007865R2600
7 Terminal block markers Blank card White []: RC610 1SNA233000R0100
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

1SNC16109450201 - Rev. A

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M4/6.SB screw clamp terminal blocks
Disconnect with plug - 6 mm 0.236 in spacing

1SNC161187F0014

M4/6.SB

2.18"

48 555

1.89"

% Q
Eadte
C >53 209"

0.91"

6 mm 0.236 in spacing
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Description

— Ease your disconnect operations with the disconnect component holder plug,
— Same profile as M4/6 feed-through terminal block for aligned marking.

Ordering details

Description i Color Type : Order code {Pkg | Weight
aty (1pce) 9
Disconnect By polarized plug Grey [J: M4/6.SB 1SNA115435R0700 50 10.00
Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail C o+~ G32,TH35-75
s TH 35-15
1 conductor  Rigid - Solid / Stranded : 0. 22-10AWG 1 24-10 AWG Wire stripping =4‘: 9.5mm
per clamp F i054mme length 0.374in
with insulated ferrule &
Tool Flat screwdriver
......... @ @ 4 mm
......... @ 0.157in
10A/10AWG : 15A/ 10 AWG
Torque 0.5-08Nm
600V @/ 4.4-7.11b.in
Impulse withstand voltage
Protection IP20

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.

All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

ce ‘RoHS: W | @ | 5
CE : RoHS @ USR i cCSAus : CostR :
Accessories
Description i Color i Type i Order code
1 End stops 10 mm 0.394 in Grey[]: BAM2 1SNA206351R1600
...... 9gmm 0.354in BADL 1SNA399903R0200
2 End sections 3mm 0.118in Grey[[J: FEM62 1SNA114994R0700
3 Lateral jumper bars 10 poles ~ 35A PC61-10 1SNA163311R2200
4 Gircuit separators 3 mm 0.118in Grey[]: SCF6 1SNA118707R0300
5 Shield connectors CBMb 1SNA178745R1400
6 Component plugs Beige[[]: BNSV62 1SNA196854R1500
With 48V blown fuse indicator BNF652-D1-BE i 1SNA196966R1500
With 110-230V blown fuse indicator BNF652L-BE 1SNA196967R1600
For 5x20 fuses BNF652 1SNA196998R1600
With 24V blown fuse indicator BNF652D-BE 1SNA196999R1700
For FUAUTO fuses Black [ll: BFAUTO 1SNA299486R2400
...... With diode BNS6DG1 1SNA400146R0000
7 Extraction tools EXBN2 1SNA171018R2000
8  Terminal block markers Blank card White[]: RC610 1SNA233000R0100

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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M6/8.SB screw clamp terminal blocks
Disconnect with plug - 8 mm 0.375 in spacing

M6/8.SB

T_o0
Eo
[e]
705
C 53 2.09"
2.18

48 555

1.89"

8 mm 0.375 in spacing

1SNC161114F0014

Description

— Ease your disconnect operations with the disconnect component holder plug,
— Same profile as M6/8 feed-through terminal block for aligned marking.

Ordering details

. .
iPkg i Weight

Description : Color ‘ Type : Order code
aty (1pce) 9
Disconnect By polarized plug Grey [ : M6/8.SB 1SNA115436R0000 50 17.00
Main technical data Mounting instructions
Connecting capacity IEC uL CSA Rail C o+~ G32TH35-75,
1 TH 35-15
1 conductor 22-8 AWG 22-8 AWG Wire stripping =4: 12 mm
per clamp length 04721in
........ Tool Flat screwdriver
@ @4-5mm
00.157-0.197 in
Rated current / Rated cross section 20A/ 8 AWG
Torque 08-1Nm
Rated voltage 600V @/ 7.1-891b.in
Impulse withstand voltage

Protection

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

ce ‘RoHS' W | @ | 6T |

CE i RoHS | USR | cCSAus i GostR

Accessories

Description : Color i Type i Order code

1 End stops 10 mm 0.39%4in Grey[[]: BAM2 1SNA206351R1600
...... 9mm 0.354in BADL 1SNA399903R0200
2 End sections 3mm 0.118in Grey[(]: FEM8 1SNA113373R2600
3 Jumper bars 1poles  24A Grey[]: AD2.5 1SNA114205R2000
4 Lateral jumper bars 10 poles 50 A PC8-10 1SNA163313R2400
5 Component plugs For 5x20 and 5x25 fuses Orange[]: BNF52 1SNA105133R1700
Grey[]: BNF52 1SNA116924R0200

With solder leads and screws Grey[[J: BNSV82 1SNA116927R0500

For 5x20 and 5x25 fuses Beige[]: BNF52 1SNA196924R0300

...... With solder leads and screws BNSV82 1SNA196927R0600
6 Short circuit plugs  With test . Grey[[J: BNCT82 1SNA116926R0400
...... Beige[ | 1SNA196926R0500
7 Extraction tools EXBN2 1SNA171018R2000
8  Terminal block markers Blank card White [J: RC810 1SNA234000R0200

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.

1SNC16106250201 - Rev. A
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M4/6.D2.SB screw clamp terminal blocks
Disconnect with plug - with test socket - 6 mm 0.236 in spacing

Description

fr s i — Save space with double deck terminal blocks: 1 disconnect circuit on top + 1 independent feed-through
: ; circuit on bottom in just 6 mm 0.236 in spacing,

— Ease your disconnect operations with the disconnect component holder plug.

Ordering details

Description i Color i Type i Order code : iPkg | Weight

qty (1pce) 9

Disconnect By polarized plug Grey [ M4/6.D2.SBT 1SNA115702R2300 50 21.00
with 4 test sockets

DIA2 mm 0.079 in
- 1 feed-through circuit
on lower deck

1SNC161164F0014

Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail (G32. TH 35-7.5.
TH 35-15
M4/6.D2.SB 1 conductor 0.5-4mmz ¢ Wire stripping =4‘: 9.5mm
per clamp 054mm? o length 0.374in
Tool Flat screwdriver
811319 o mmmmmmmmmmmmmmmmmmmmmmmmmmmmmmmmmm— @ @4mm
@0.157in
RRE Torque 0.5-0.6 N.m
BN @ 44-53bin
J8 8 Protection P20 NEWAT
:I The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
€ RonHs 63 R
CE @ i RoHS ! : i GostR @
6 mm 0.236 in spacing
Accessories
Description i Color i Type i Order code
1 1 End stops Grey[[]: BADH 1SNA116900R2700
2 End sections Grey["]: FEMSED 1SNA116591R0500
3 Jumper bars BJMIBD-2 1SNA179668R2000
BJMIBD-3 1SNA179669R2100
3 BJMIGD-4 1SNA179670R2600
BJMIBD-5 1SNA179671R1300
...... BJMIGD-10 1SNA179672R1400
4 Lateral jumper bars 10 poles 35 A PC61-10 1SNA163311R2200
5 .. Cross spacing jumpers 5mm0.200in -6 mm 0.236n -8 mm 0.315 EL6 1SNA173627R2100
5 6 Test plugs DIA2mm 0.079in Black Il FC2 1SNA007865R2600
7 Shield connectors CBD2S 1SNA178408R1400
8 Component plugs With solder leads and screws Grey[~1: BNSV62 1SNA116854R1400
Beige[]: BNSV62 1SNA196854R1500
7 With 48V blown fuse indicator Beige[J: BNF652-D1-BE  : 1SNA196966R1500
With 110-230V blown fuse indicator BNF652L-BE 1SNA196967R1600
For 5x20 fuses BNF652 1SNA196998R1600
With 24V blown fuse indicator BNF652D-BE 1SNA196999R1700
/9’ ...... For FUAUTO fuses Black ll: BFAUTO 1SNA299486R2400
9 ﬂa 9 Terminal block markers Blank card White[J: RC610 1SNA233000R0100

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M6/8.STP screw clamp terminal blocks
Disconnect with push-turn knob - with test socket
8 mm 0.375 in spacing

Description

— Ease your disconnect operations with the disconnect % turn push-turn knob,
— Possibility to seal in the open and closed position,
— Ease your test operations with the built-in test socket.

Ordering details

Description %Color %Type %Order code Pkg Weight
iy i (ipeg 9
2 Disconnect With 2 test sockets | Grey, orange i M6/8.STP1 : 1SNAT15529R1500 (26 1 21.00
£ DIA4 mm 0.157 in : : : : : :
S Main technical data Mounting instructions
. Connecting capacity IEC UL CSA Rail C o+~ :G32,TH35-75,
wr TH 35-15
1 conductor  Rigid - Solid / Stranded 8AWG Wire stripping —— 11 mm
per clamp length 0.433in

vessT™e ' Tool @ Flat screwdriver
i : : (@ 4mm
: i ©0.157in
555 2.19" (15 A/ 8 AWG
y Torque @ 0.8-1N.m
< 600V 5 :7.1-890b.in
% 3 : H H H
N J Protection ; i i
& (& The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
J :: All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
] ‘RoHS | @ &
i RoHS i i CSA i GostR i
Notes

8 0.315i . A: Closing operation
mm O. in spacin
P & B: Opening operation

1: Push
2: Turn
3: stop
Accessories
Description iColor  :Type : Order code : Weight
: (1pce) @
1 End stops 10 mm 0.394 in Grey["1: BAM2 1SNA206351R1600
...... 9mm 0.354in : BADL : 1SNA399903R0200 :
2 End sections 28mm 0110 Grey[]: FEMTT : 1SNA113137R0200
3 Lateral jumper bars 2 poles 50 A i PC8-2 : 1SNAT16538R1700
3 : PC8-3 : 1SNA116539R1000 :
4 : PC8-4 : 1SNA116540R2500 :
...... 10 poles : PC8-10 : 1SNA163313R2400 :
4 Circuit separators 1 mm 0.039in Grey[]: SCFT1 : 1SNA103588R2600
5 Test plugs DIA 4 mm 0.157 in White[ ]: FC4 : 1SNA167860R0100 :
...... DIA 4 mm 0.157 in IP20 Red ll: FC4-1 : 1SNA167927R1000 :
6 Short circuit plugs DIA 4 mm 0.157 in : BP8.A4 : 1SNA173888R2000 :
Red ll: BNSTP2 : 1SNA196789R2400 :
...... With test DIA 4 mm 0.157 in Beige[ ]: BNSTP1 : 1SNA196792R1700 :
7 Terminal block markers Blank card White[ ]; RC810 : 1SNA234000R0200 :
Complete list of accessories is indicated in the terminal block datasheet. <
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages. N
o
S
Feed-through screw clamp terminal blocks 3
Description : Color Type { Order code : ‘Pkg i Weight g
aty (tpeg) 9 &
Feed-through  Profile aligned with M6/8 STP... Grey [: M6/8.STP3 1SNA115500R2500 25 21.00 &

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M6/8.STP screw clamp terminal blocks

Disconnect with

push-turn knob - with test socket

8 mm 0.375 in spacing

1SNC161210F0014

M6/8.STP

C 575 2.27"
+ r525 207" W 60 2.37"

8 mm 0.375 in spacing
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Description

— Ease your disconnect operations with the disconnect % turn push-turn knob,
— Possibility to seal in the open position,
— Ease your test operations with the built-in test socket.

Ordering details

Description : Color ‘Type : Order code ‘ iPkg i Weight
Disconnect With 2 test sockets Grey, yellow B M6/8.STP 1SNA115277R2000
DIA 4 mm 0.157 in i Grey, black ™ M6/8.STP : 1SNA105141R2700 :
i Greyred :M6/8.STP : 15NA105142R2000 :
Main technical data Mounting instructions
Connecting capacity IEC uL CSA Rail C o+ r iGB82,TH35-75
Ly TH 35-15
1conductor  Rigid - Solid / Stranded 22:8ANG 8AWG Wire stripping  ; === : 11 mm
per clamp Flexible ~ :056mm2 : length 0.433in
W
........... Gauge Tool Flat screwdriver
; @ :@4mm
....... £00.157in
15 A/ 8AWG
Torque 0.8-1N.m
600V : @ i7.1-891b.in

Protection :IP10

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http:/www.abb.com

RoHS W @ @ 63

i RHS i USR i GCSA i GostR

Notes

A: Closing operation
B: Opening operation

1: Push
2: Turn
3: stop
Accessories
Description iColor  :Type : Order code H iPkg : Weight
: { (ipcg 9
1 End stops 10mm 0.39%in Grey[J: BAM2 1SNA206351R1600
...... 9mm 0.354 in : BADL : 1SNAB99903R0200 :
2 End sections 28mm  0.110in Grey[_]: FEMTA : 1SNA113137R0200 :
50A : PC8-2 : 1SNA116538R1700 :
: : PC8-3 - 1SNA116539R1000
: PC8-4 : 1SNA116540R2500 :
: : PC8-10 : 1SNA163313R2400 :
4 Circuit separators 1 mm 0.039n i arey[]: SCFTH : 1SNA103588R2600
5 Test plugs DIA4 mm 0.157 in White[_J: FC4 : 1SNA167860R0100 :
...... DIA 4 mm 0.157 in IP20 Red [ll: FC4-1 : 1SNA167927R1000 :
6 Short circuit plugs DIA4 mm 0.157 in : BP8.A4 : 1SNA173888R2000 :
Red [l BNSTP2 : 1SNA196789R2400 :
...... With test DIA 4 mm 0.157 in Beige[ J: BNSTP1 : 1SNA196792R1700 :
7 Terminal block markers Blank card White[J: RC810 : 1SNA234000R0200 :
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
Feed-through screw clamp terminal blocks
Description i Color i Type i Order code ; iPkg | Weight
aty (Tpeg) 9
Feed-through  Profile aligned with M6/8 STP... Grey [J: M6/8.STP3 1SNA115500R2500 25 21.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M6/8.STP screw clamp terminal blocks
Feed-through - 8 mm 0.375 in spacing

Description

: - 6 mm2
o—w o e — Simplify the alternated feed-though an disconnect circuits operations with the same profile as M6/8 STP... ,
: 8 AWG i — The wiring of the alternated feed-though and disconnect circuits is easier.
Ordering details
Description i Color Type : Order code : {Pkg i Weight
aty (1pce) 9
Feed-through Grey [ : M6/8.STP3 1SNA115500R2500 25 21.00
§ Main technical data Mounting instructions
g Connecting capacity IEC uL CSA Rail C o+~ G32TH35-75,
g 1 TH 35-15
" 1 conductor  Rigi i 22-8 AWG 8 AWG Wire stripping =4: 11 mm
per clamp : : length 0.433in
........ Tool Flat screwdriver
; @ (@4 mm
M6/8.STP :00.1571n
Rated current / Rated cross section : AV 15A/8 AWG
{ Torque 08-1N.m
Rated voltage 600V @ i7.1-89b.n

Protection

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

Rois W @ 6

: RoHS @ USR : GCSA : Gost

C 5575 227"
525 207" LI 60 237"

8 mm 0.375 in spacing

Accessories

Description : Color i Type i Order code

1 1 End stops 10 mm 0.394 in Grey[]: BAM2 1SNA206351R1600
,,,,,, gmm 0.3540n : “BADL “1SNA399903R0200 ©
2""End sections S8mm 07100 S Gy [ FEMT “1SNA113187R0200 ©
- ﬁf 3 Jumper bars 2poles  41A i iBJSB : 1SNA164581R1300 :
3 a L 3Pl T C{SNAT64582R1400
& | : : 1SNA164583R1500 :
,,,,,, ; “BJSs-20 “1SNA{74789R0500 ©
4 Fastening kits Sub assembly post + screw + washer : : EV6l : 1SNA206394R0200 :
5 Lateral jumper bars 2 poles 50 A : PC8-2 : 1SNA116538R1700 :
s & oo 3 . BG83 T 1SNAT16530R1000
i pca-4 . 1SNA116540R2500
,,,,,, § “BC8-10 “1SNA163313R2400
6 Circuit separators 1 mm 0.039in Grey[[]: SCFT1 : 1SNA103588R2600 :
7 8 7 Test plugs DIA 4 mm 0.157 in White[]: FC4 : 1SNA167860R0100 :
,,,,,, DIA 4 mm 0,157 in IP20 S Red . A1 C{SNAT67927R1000
8 Short circuit plugs DIA 4 mm 0.157 in : BP8.A4 : 1SNA173888R2000 :
: Red [ll: BNSTP2 : 1SNA196789R2400 :
< With test DIA 4 mm 0767 Beige 1. BNSTP1 1SNAT96792R1700 ©
9 11 9 Terminal block markers Blank card { White[J: RC810 : 1SNA234000R0200 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
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All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.

ABB SNA series - Terminal blocks | 69


www.abb.com/productdetails/1SNA234000R0200
www.abb.com/productdetails/1SNA196792R1700
www.abb.com/productdetails/1SNA196789R2400
www.abb.com/productdetails/1SNA173888R2000
www.abb.com/productdetails/1SNA167927R1000
www.abb.com/productdetails/1SNA167860R0100
www.abb.com/productdetails/1SNA103588R2600
www.abb.com/productdetails/1SNA163313R2400
www.abb.com/productdetails/1SNA116540R2500
www.abb.com/productdetails/1SNA116539R1000
www.abb.com/productdetails/1SNA116538R1700
www.abb.com/productdetails/1SNA206394R0200
www.abb.com/productdetails/1SNA174789R0500
www.abb.com/productdetails/1SNA164583R1500
www.abb.com/productdetails/1SNA164582R1400
www.abb.com/productdetails/1SNA164581R1300
www.abb.com/productdetails/1SNA113137R0200
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA115500R2500

M6/8.ST screw clamp terminal blocks
Test disconnect with a screwdriver sliding link
8 mm 0.375 in spacing

Description

g %ﬂ i -: Compact disconnect terminal blocks:
8 AWG i — Secure your disconnect operations with the disconnect orange sliding link operated with a screwdriver,
— Ease your test operations with the two built-in test sockets screws compatible with DIA 4 mm 0.757 in test
plugs.
Ordering details
Description i Color “Type Order code : Pkg Weight
z ay : (tpee) @
£ Disconnect With 2 test sockets Grey []: M6/8.STA : 1SNA115359R0200 25 i 30.00
5 DIA 4 mm 0.157 in ; ; : : : :
Q
B Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail C o+~ G32,TH35-75
r TH 35-15
" 1 conductor Rigid - Solid / Stranded 22 - 8 AWG Wire stripping 11 mm
M6/8.ST per clamp Flexible length ﬁ 0.43in
i with insulated ferrule
Gauge Screw clamp Flat screwdriver
Tool @5.5mm
o 2a0 D oo
- Torque Cj 0.8-1N.m
N Rated current / Rated cross section 50A/8 AWG O 7.1-891b.in
i ; Rated short-time withstand current (1s) Disconnect device Flat screwdriver
N 9 Rated voltage 600V Tool @ @4 mm
@l Impulse withstand voltage i 90157in
j Q Protection NEMA 1 Torque Cj 0.4-06Nm
g O 35-53bin
] The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
€ RoHs W . €O L
CE B ¢ RoHS ¢ USR i GostR
8 mm 0.375 in spacing
Accessories
Description iColor  :Type : Order code H iPkg : Weight
1 End stops 10 mm 0.394in Grey[[]: BAM2 1SNA206351R1600
...... 9mm 0.354in : BADL : 1SNAB99903R0200 :
2 End sections 3mm 0.118in Grey[_]: FEMT4 : 1SNA114778R0500 :
...... : FEMSTA : 1SNA116979R2100 :
3 Jumper bars 1 poles 24 A Grey[_: AD2.5 : 1SNA114205R2000 :
4 Lateral jumper bars 2 poles 50 A Black ll: PC8-2 : 1SNA116538R1700 :
: : PC8-3 : 1SNA116539R1000 :
: PC8-4 : 1SNA116540R2500 :
: PC8-10 : 1SNA163313R2400 :
Red [ll: FC4-1 : 1SNA167927R1000 :
i : BP8.A4 : 1SNA173888R2000 :
7 Terminal block markers Blank card White[ ]: RC810 : 1SNA234000R0200 :
_ ’ Complete list of accessories is indicated in the terminal block datasheet.
7 n’ga Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M6/8.ST screw clamp terminal blocks
Test disconnect with a screwdriver sliding link

8 mm 0.375 in spacing

Description

; : 2
v é‘,‘ 6mm ~~~~~~~~~~~~ Secure your disconnect operations with the disconnect sliding link operated with a screwdriver.
8 AWG
' ' Ordering details
Description : Color Type : Order code {Pkg | Weight
aty (1pce) 9
Disconnect Grey []: M6/8.ST 1SNA115236R1700 25 30.00
§ Main technical data Mounting instructions
g Connecting capacity IEC uL CSA Rail C o+~ GB32,TH35-75
g r TH35-15
" 1 conductor  Rigid - Solid / Stranded : 0.5-10mm?  {18-8AWG  { 18-8 AWG Wire stripping 13 mm
per clamp Flexible 10.5-6 mm? length 0.57in
with insulated ferrule
Gauge Screw clamp Flat screwdriver
M6/8.5T Tool @ @5mm
001970 ..
Torque @ 08-1Nm
Rated current / Rated cross section / 30A/8AWG :30A/8ANG 7.1-891b.in
Rated short-time withstand current (1s) : 720 A Disconnect device Flat screwdriver
5 Rated voltage 630V 150V 150V Tool @ 23.5mm
;‘ Impulse withstand voltage e, 20.138in
Protection 1P20 NEMA 1 Torque 04-06Nm
L R @ 3.5-531bin
2 The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
g All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
] Ce RoHS' W | @ | 63 |
CE { RoHS : WUSR : CSA : GostR @
8 mm 0.375 in spacing
Accessories
Description iColor  :Type : Order code iPkg | Weight
: : (1poe) 9
1 1 End stops 10 mm 0.3%4in Grey[]: BAM2 1SNA206351R1600 12.00
...... 9mm 0.354in : BADL : 1SNA399903R0200 : 4.70
2 End sections 1mm 0.039in Grey[[]: FEMT2 : 1SNA113629R2700 : 2.00
3 Jumper bars 20poles  41A i BJS8-20 : 1SNA174789R0500 3.20
3 4 Fastening kits Sub assembly post + screw + washer : EV8S : 1SNA168401R0300 : 3.00
5 Lateral jumper bars 50 A 223223252 Black Il PC8-10 : 1SNA163313R2400 : 14.00
: PC8-R1 : 1SNA400711R0600 : 6.60
T"’T"'W;;” “PC8-R2 “1SNA400712R0700 7.84
5 googeogo—y PC8-R3 1SNA400713R0000 9.00
...... H : PC8-R4 : 1SNA400724R0300 : 4.50
6 Circuit separators 3 mm 0.118in Grey[[]: SCFT2 : 1SNA114522R0500 :
7 Test sockets DIA 4 mm 0.157 in IP20 Yelow[]: AJS9 : 1SNA179726R0200 : 5.00
Black Ill: AJSO-1 : 1SNA206680R1500 : 3.60
7 Green [l AJS9-2 : 1SNA206681R0200 : 3.60
Grey[]: AJS9-3 : 1SNA206682R0300 : 3.60
Bue[]: AJSO-4 : 1SNA206683R0400 : 3.60
Red M: AJS9-5 : 1SNA206720R1400 : 3.60
9 FAks DIA 4 mm 0.157 in : AL4-M3 : 1SNA206721R0100 : 1.10
8 Test plugs DIA 4 mm 0.157 in IP20 Red ll: FC4-1 : 1SNA167927R1000 : 11.00
9 Short circuit 2 poles Yellow[]: SC-JB8-2 : 1SNK900652R0000 : 2.00
bridges 3 poles : SC-JB8-3 - 1SNK900853R0000 : 340
...... 4 poles : SC-JB8-4 : 1SNK900654R0000 : 4.70
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
Feed-through screw clamp terminal blocks
Description : Color Type : Order code ‘Pkg i Weight
aty (tpee) 9
Feed-through  Profile aligned with M6/8.ST... Grey [J: M6/8.ST7 1SNA115243R2600 25 20.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M6/8.ST screw clamp terminal blocks
Test disconnect with a screwdriver sliding link
8 mm 0.375 in spacing

1SNC161213F0014

M6/8.ST

+ - 485 1.97" LI 56 2.21"

8 mm 0.375 in spacing

3
5
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Description

— Secure your disconnect operations with the disconnect sliding link operated with a screwdriver,

— Ease your test operations with the 2 independent built-in test sockets compatible with DIA 4 mm 0.757 in test
plugs.

Ordering details

Description i Color i Type i Order code iPkg i Weight
ay | (tpee) 9
Disconnect  With 2 test sockets Grey [ ; M6/8.STH “ 1SNA115237R1000 25 30.00
DIA4 mm 0.157 in : E : : : H
Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail C o+~ G32,TH35-75,
wr TH 35-15
1conductor  Rigid - Solid/ Stranded :0.5-10mm2 1 18-8AWG ! 18-8 AWG Wire stripping ==4:, 13 mm
per clamp Flexible  mm? length 0.51in
with insulated ferrule
Gauge Screw clamp Flat screwdriver
Tool @5mm
o D oo
. ; Torque 08-1N.m
Rated current / Rated cross section 40A/6mm?  :30A/8AWG :30A/8ANG @ 7.1-891b.in
Rated short-time withstand current (1s) Disconnect device Flat screwdriver
Rated voltage 150V 150 V Tool @ @3.5mm
Impulse withstand voltage ¢ 1 00.138in
Protection NEMA Torque 04-06Nm
@ 3.5-5.31b.in

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

e RoHS. W = @ @ €3
CE i { RoHS | USR i CSA i GostR
Accessories
Description iColor  :Type : Order code : iPkg : Weight
1 End stops 10 mm 0.394in Grey[[]: BAM2 1SNA206351R1600
...... gmm 0.354in “BADL “15NA399903R0200 :
2 End sections 1 mm 0.039in Grey[_J: FEMT2 : 1SNA113629R2700 :
3 Lateral jumper bars 50 A VVVVVVVV VY Blackll: PC8-10  1SNA163313R2400 :
VY “PCER “1SNA400711R0800
TV “pCa-R? “{SNAA00712R0700
VT :PC8-R3 - 1SNA400713R0000
...... \MRA: - PC8-R4 - 1SNA400724R0300
4 Gircuit separators 3 mm 0.118in Grey[_J: SCFT2 : 1SNA114522R0500 :
5 Test plugs DIA 4 mm 0,757 in IP20 T Redll: FCAT - 15NAT167927R1000
6 Short circuit plugs DIA 4 mm 0.157 in : BP8.A4 : 1SNA173888R2000 :
7 Terminal block markers Blank card White[ ]: RC810 : 1SNA234000R0200 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Feed-through screw clamp terminal blocks

Description : Color “Type : Order code : {Pkg | Weight
aty (tpee) 9

Feed-through  Profile aligned with M6/8.ST... Grey [1: M6/8.ST7 1SNA115243R2600 25 20.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA115243R2600
www.abb.com/productdetails/1SNA234000R0200
www.abb.com/productdetails/1SNA173888R2000
www.abb.com/productdetails/1SNA167927R1000
www.abb.com/productdetails/1SNA114522R0500
www.abb.com/productdetails/1SNA400724R0300
www.abb.com/productdetails/1SNA400713R0000
www.abb.com/productdetails/1SNA400712R0700
www.abb.com/productdetails/1SNA400711R0600
www.abb.com/productdetails/1SNA163313R2400
www.abb.com/productdetails/1SNA113629R2700
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA115237R1000

M6/8.ST screw clamp terminal blocks
Test disconnect with insulated rod sliding link
8 mm 0.375 in spacing

: Description
- Secure your disconnect operations with the disconnect sliding link operated with a screwdriver,
: - Ease your test operations with the two independent built-in test sockets compatible with DIA 4 mm 0.757 in test plugs.

Ordering details 2
Description : Color ‘Type Order code : Pkg Weight
ay : (tpce) 9
Disconnect With 2 test sockets Grey [J: M6/8.ST3 : 1SNA115239R2200 : 25 ¢ 30.00
z DIA 4 mm 0.157 in : ] : : ] :
g Main technical data Mounting instructions
f,f)) Connecting capacity IEC uL CSA Rail C o+~ G32,TH35-75,
r TH 35-15
1 conductor Rigid - Solid / Stranded : 0.5-10 mm? 18 - 8 AWG 18-8 AWG Wire stripping %
per clamp Flexible length
with insulated ferrule
M6/8.ST Gauge Screw clamp Flat screwdriver
Tool @5mm
@ 001970 ...
Torque C 08-1Nm
77 308" 9k Rated current / Rated cross section 30A/8AWG :30A/8AWG & 7.1-891b.in
‘ — S Rated short-time withstand current (1s) Disconnect device Flat screwdriver
e Rated voltage 150 V 150 V Tool @ 03.5mm
8 Impulse withstand voltage & e 20.138in
.| 8 Protection NEMA Torque C 0.4-06N.m
519 & 55-53bin
8 5 The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
J ; All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
o 3 €. RoHs W @ €& ' o
| | CE i i RoMHS ! USR ! CSA  GostR
I C’:) 36 1.42"
H a4 1.61"

8 mm 0.375 in spacing

Accessories

Description iColor  :Type : Order code : iPkg | Weight

gy | (poe g

1 1 End stops 10 mm 0.394 in Grey []: BAM2 1SNA206351R1600 : 12.00

...... 9mm 0.354 in : BADL : 1TSNAB99903R0200 : 4.70

2 End sections 1 mm 0.039in Grey[[]: FEMT2 : 1SNA113629R2700 : 2.00

3 Lateral jumper bars 50 A VVVVVVVV VY Blackl: PC8-10 i 1SNA163313R2400 14.00

3 " BERERS ‘P8R “1SNA400711R0600 : 6.60

 BREARE 21 “PCa-R2 “1SNA400712R0700 7.84

 AEE 2Rs2a “PC8-R3 “1SNA400713R0000 9.00

...... \ DR : PC8-R4 : 1SNA400724R0300 4.50

5 4 Circuit separators 3 mm 0.118in Grey[[]: SCFT2 : 1SNA114522R0500 :

5 Testplugs DIA 4 mm 0,757 in IP20 T Red il FCAA “1SNAT167927R1000 : 11.00

6 Short circuit plugs DIA 4 mm 0,157 in “BPG.A4 “1SNA173888R2000 :

7 Terminal block markers Blank card : Wnite[J: RC810 : 1SNA234000R0200 : 8.20

n Complete list of accessories is indicated in the terminal block datasheet.
7 /n’gﬂ Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

[a)
................... §
fo—w o o
Feed-through screw clamp terminal blocks %
Description : Color EType : Order code : : Pkg ‘ Weight =
aty (tpeg 9 ©
Feed-through  Profile aligned with M6/8.ST... Grey [J: M6/8.ST7 1SNA115243R2600 25 20.00 5_

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA115243R2600
www.abb.com/productdetails/1SNA234000R0200
www.abb.com/productdetails/1SNA173888R2000
www.abb.com/productdetails/1SNA167927R1000
www.abb.com/productdetails/1SNA114522R0500
www.abb.com/productdetails/1SNA400724R0300
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www.abb.com/productdetails/1SNA115239R2200

M6/8.ST screw clamp terminal blocks
Test disconnect with a screwdriver sliding link
8 mm 0.375 in spacing

Description
Terminal blocks especially designed for current transformers circuits:

— Easy and secured current measurement thanks to the two built-in test yellow sockets compatible with
IP20 DIA 4 mm 0.757 in test plugs,

— Convenient short-circuit operations with the PCS sliding short circuiting bridges from 2 to 4 poles,
— Tests sockets available as well in black, green, grey and blue.

Ordering details

Z Description  Color “Type : Order code :Pkg | Weight
g : gy i (ipeg 9
e Disconnect With two yellow Grey [ i M6/8.ST1.IP20 : 1SNA115971R1000 : 25 40.00
s test sockets : :
DIA4mm 0.157 in
Main technical data Mounting instructions
Connecting capacity IEC uL CSA Rail C o+ r iGB2 TH35-75
M6/8.ST wr TH 35-15
1 conductor 18-8AWG  :18-8AWG Wire stripping =": 13mm
per clamp length 0.51in
‘ 77 308" ; § So;sév‘ clamp Flg}t Ss%rerz;rvrﬁriver
o D oo
— L Torque C/ 0.8-1N.m
© & Rated current / Rated cross section 30A/8AWG :30A/8ANG o 7.1-8.91b.in
9 0 o Rated short-time withstand current (1s) Disconnect device Flat screwdriver
3 2 Rated voltage 150V Tool @ 235mm
12 ] Impulse withstand voltage 1 00138in
] Protection Torque @ 0.5N.m
4.45 b.in
Test socket Flat screwdriver
Tool @3.5mm
......... @ 20.138in .
8mmO0.375inspacing s b Torque @ gg4Nlt;T]n

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http:/www.abb.com

9 ‘RoHs: W = @ | €3
CE i RoHS : USR : GCSA : GostR :
Accessories
Description iColor  :Type : Order code
1 1 End stops 10 mm 0.394in Grey[[]: BAM2 1SNA206351R1600
...... 9mm 0.354in : BADL : 1SNAB99903R0200 :
2 End sections 1 mm 0.039in Grey[_J: FEMT2 : 1SNA113629R2700 :
3 Lateral jumper bars 50 A VVIVIVYVVY  BeckM: PC8-10 : 1SNA163313R2400 :
3 & T"V’T& : PC8-R1 : 1SNA400711R0600 :
V"’T""ﬂ : PC8-R2 : 1SNA400712R0700 :
¥ v b P : PC8-R3 : 1SNA400713R0000 :
...... \BRA; . PC8-R4 - 1SNA400724R0300 :
5 ﬂ 6 4 Test sockets DIA 4 mm 0.157 in IP20 : B\ack.% AJS9-1 1SNA206680R1500
Green[l: AJS9-2 : 1SNA206681R0200 :
Grey[J: AJS9-3 : 1SNA206682R0300 :
: Bue[]: AJS9-4 : 1SNA206683R0400 :
71— Red ll: AJS9-5 : 1SNA206720R1400 :
7 n”ﬂa 5 Test plugs DIA 4 mm 0.157 in IP20 Red ll: FC4-1 : 1SNA167927R1000 :
6 Short circuit 2 poles Yellow[]: SC-JB8-2 : 1SNK900652R0000 :
bridges 3 poles : SC-JB8-3 : 1SNK900653R0000 :
...... 4 poles : SC-JB8-4 : 1SNK900654R0000 :
7 Terminal block markers Blank card H White[ 1 RC810 : 1SNA234000R0200 :
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
Feed-through screw clamp terminal blocks
Description : Color “Type : Order code {Pkg | Weight
aty (Tpeg) 9
Feed-through  Profile aligned with M6/8.ST... Grey [J: M6/8.ST7 1SNA115243R2600 25 20.00
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www.abb.com/productdetails/1SNA115243R2600
www.abb.com/productdetails/1SNA234000R0200
www.abb.com/productdetails/1SNK900654R0000
www.abb.com/productdetails/1SNK900653R0000
www.abb.com/productdetails/1SNK900652R0000
www.abb.com/productdetails/1SNA167927R1000
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www.abb.com/productdetails/1SNA206682R0300
www.abb.com/productdetails/1SNA206681R0200
www.abb.com/productdetails/1SNA206680R1500
www.abb.com/productdetails/1SNA400724R0300
www.abb.com/productdetails/1SNA400713R0000
www.abb.com/productdetails/1SNA400712R0700
www.abb.com/productdetails/1SNA400711R0600
www.abb.com/productdetails/1SNA163313R2400
www.abb.com/productdetails/1SNA113629R2700
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA115971R1000

M6/8.ST screw clamp terminal blocks
Feed-through - 8 mm 0.375 in spacing

Description
Profile aligned with M6/8 ST.

Ordering details
Description : Color Type : Order code : {Pkg | Weight 2
aty (1pce) 9
Feed-through Grey [ i M6/8.ST7 1SNA115243R2600 25 20.00
g Main technical data Mounting instructions
s Connecting capacity IEC uL CSA Rail C o+ r GB32TH35-75,
g r TH 35-15
1 conductor  Rigid - Solid / Stranded 18-8AWG  :18-8AWG Wire stripping | == 13 mm
perclamp ~ Flexble ~~~~~:056mmz i length 0.51in

M6/8.ST Tool Flat screwdriver
......... 2 osm
......... @0.197 in
‘ 77303 . hatedcurrent/F 40A/8ANG 40A/8ANG
.o RAred BT Torque @ 0.8-1N.m
5 | 150V 7.1-891b.in
8 N
D Protection
= The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is @ mandatory information required by IEC, UL and CSA standards.
2 All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
o H H T - - - - : : - - - -
2 e ‘RoHS: W | @ @ €5
j CE i RoMS ! USR : CSA  GostR :

8 mm 0.375 in spacing

Accessories

Description : Color : Type : Order code

f 1 End stops 10mm  0.39%4in Grey[]: BAM2 1SNA206351R1600
...... 9mm 0.354in BADL 1SNA399903R0200

2 End sections 1 mm 0.039.in Grey[J: FEMT2 1SNA113629R2700

3 Jumper bars 20poles  41A BJS8-20 1SNA174789R0500

3 4 Fastening kits Sub assembly post + screw + washer EV8S 1SNA168401R0300
5 Lateral jumperbars 2 poles 50 A I Black ll; PG8-2 1SNA116538R1700

PC8-3 1SNA116539R1000

PC8-4 1SNA116540R2500

PC8-10 1SNA163313R2400

5 PC8-R1 1SNA400711R0600
PC8-R2 1SNA400712R0700

PC8-R3 1SNA400713R0000

...... [ %] PC8-R4 1SNA400724R0300

7 ﬂgﬂa 6 Circuit separators 3 mm 0.1181n Grey[]: SCFT2 1SNA114522R0500
7 Terminal block markers Blank card White[]: RC810 1SNA234000R0200

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

1SNC161069S0201 - Rev. A

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA115243R2600

M4/8.SF screw clamp terminal blocks
For 5 x 20 and 5 x 25 fuses - 8 mm 0.375 in spacing

Description
s i Protect your circuits with 5x20 and 5x25 fuse terminal blocks (fuse not supplied with terminal blocks).
12 AWG
Ordering details
Description : Color Type : Order code : {Pkg | Weight
aty (1 pce) 9
Fuse Grey [ : M4/8.SF 1SNA115657R2500 50 14.00
Main technical data Mounting instructions
8 Connecting capacity IEC UL CSA Rall CoHir (G32, TH 35-7.5,
g wr TH 35-15
2 1 conductor Rigid - Solid / Stranded : 0 22-12 AWG 24-12 AWG Wire stripping | == 9.5mm
2 per clamp Flexible length - 10370
with insulated ferrule
Gauge Tool Flat screwdriver
@ @4 mm
©0.157in

M4/8.SF

Rated current / Rated cross section 15A/12AWG i 10A/ 12 AWG

Rated short-time withstand current (1s) Torque @ 0.5-0.8N.m
Rated voltage 600 V 250V 4.4-7.11b.n
Impulse withstand voltage
565 222" Protection NEMA 1
- The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
% Al other daxta are provkxjed as suppx\ememan/ i[wformation ?n\y. For moxre detalls, px\ease consEAt our CB, LXJL or CSA oxertiﬂcates axnd technicaxl datasheetxavailable orx1 hnp://wwvxv.abb‘com
| 8 . ce RoHs W = @ 65 ' ' ' ' ' ' '
Rl o NER CE i i RoHS | USR ! CSA ! CGostR !
) :J 2 N
8" o 7
<} 2
Jl s 3 83
° ]
]
8 mm 0.375 in spacing
Accessories
Description i Color i Type i Order code
1 1 End stops 10 mm 0.3%4in Grey[[]: BAM2 1SNA206351R1600
,,,,,, 9mm 0354 n BADL 1SNA399903R0200
2 End sections 1.5mm  0.059in Grey[": FEM8S 1SNA116951R1500
3 Jumper bars 1poles ~ 24A Grey[J: AD2.5 1SNA114205R2000
3 4 Lateral jumper bars 10 poles ~ 35A PG81-10 1SNA173523R1100
5 Fuses 06A FU520 1SNA008288R1500
gigp o 1SNAG08289R 1600
w 1SNAC08290R 1300
oA 1SNAQ08291R0000
oy oYY 5A 1SNA008292R0100
6 Assemblyrods  2poles oo TGA8 1SNA168672R1100
3poes o 1SNA168673R1200
...... 4 poles 1SNA168674R1300
7 7 Neutral cartridges CNb 1SNA179371R1600
8 . Spring retaining rings ANT 1SNA168675R1400
9 Terminal block markers Blank card White[[]: RC810 1SNA234000R0200
Complete list of accessories is indicated in the terminal block datasheet.
,, ’ Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
9 ﬂgﬂ
o Feed-through screw clamp terminal blocks
Description i Color i Type i Order code ; iPkg | Weight
aty (1pce) 9
Feed-through Grey [J: M4/8 1SNA115523R0700 50 11.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.

76 | ABB SNA series - Terminal blocks

1SNC161053S0201 - Rev. A


www.abb.com/productdetails/1SNA115523R0700
www.abb.com/productdetails/1SNA234000R0200
www.abb.com/productdetails/1SNA168675R1400
www.abb.com/productdetails/1SNA179371R1600
www.abb.com/productdetails/1SNA168674R1300
www.abb.com/productdetails/1SNA168673R1200
www.abb.com/productdetails/1SNA168672R1100
www.abb.com/productdetails/1SNA008292R0100
www.abb.com/productdetails/1SNA008291R0000
www.abb.com/productdetails/1SNA008290R1300
www.abb.com/productdetails/1SNA008289R1600
www.abb.com/productdetails/1SNA008288R1500
www.abb.com/productdetails/1SNA173523R1100
www.abb.com/productdetails/1SNA114205R2000
www.abb.com/productdetails/1SNA116951R1500
www.abb.com/productdetails/1SNA399903R0200
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M4/8.SF screw clamp terminal blocks
For 5x20 and 5x25 fuses - 8 mm 0.375 in spacing

Standard block

i ¢ 4mm2
Oﬂ'_o """"" 12AWG Ordering details
Description i Color EType %Order code %Pkg Weight
: : iqty : (1pce)d
Fuse Orange [OJ: M4/8.SF2 : 1SNA105135R1100 : (50 i 14.00
Main technical data
Rated voltage
Impulse withstand voltage
Protection
CE  RoMs W | &
CE B : RoHS : USR Gost R
8 mm 0.375 in spacing
With 2 test socket DIA 2 mm 0.079 in
Ordering details
Description %Color %Type %Order code %Pkg Weight
: : : iqty i (1pce)d
Fuse With 2 test socket Grey [1: M4/8.SFT - 1SNA115662R2200 50 | 14.00
DIA2 mm 0.079 in ; : : : :
Main technical data
Rated voltage
Impulse withstand voltage
Protection
€ RS M @ €
CE H : RoHS : USR : CSA : GostR :
Accessories
8 mm 0.3175 in spacing Description %Color %Type §0rder code %Pkg Weight
: : : : iqty i (1pee) 9
Test plugs DIA2 mm 0.079 in Black [ll; FC2 : 1SNA007865R2600 : :100

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M4/8.SF screw clamp terminal blocks

For 5x20 and 5x25 fuses - With blown fuse indicator
8 mm 0.375 in spacing

Description

~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~ — Protect your circuits with 5x20 and 5x25 fuse terminal blocks (fuse not supplied with terminal blocks),
: { - Quickly identify the defective circuit thanks to the blown fuse indicator.

Ordering details

Description : Color ‘Type : Order code :Pkg i Weight
gy (lpes) G
Fuse With blown fuse indicator Grey [ i M4/8.SFD3 : 1SNA115935R0400 : (50 ¢ 14.00
by LED 24-60 V DC/ H H :
é 110VAC
% Main technical data Mounting instructions
5 Connecting capacity IEC UL CSA Rail C o+ r iG32,THB5-75,
v TH35-15
1 conductor  Rigid - Solid / Stranded ;. Wire stripping e 95mm
per clamp Flexible length —t 0.374in
with insulated ferrule
....... Gauge Tool Flat screwdriver
M4/8.SF @ il
@0.157 in
56.5 2.00" Torque @ 0.5-0.8N.m
80 4.4-7.11b.in
f Protection NEMA 1
o 8 . |s g The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
2’ :j E :]N Al other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com
HE a0 €€ s 63 e
- J E 2 CE i i RoHs i i GostR i
® ]
]
Notes
Blocks with LED indicator are labeled "+" on the outside of the lever. The indicator can be reversed in the field if
S ® required.

8 mm 0.315 in spacing Leakage current : 24V : < 0.5 mA/ 110V : < 2.2 mA

Accessories
Description iColor  : Type : Order code
1

1 End stops 10 mm 0.394 in Grey[[]: BAM2 1SNA206351R1600
...... 9mm 0.354 in BADL 1SNA399903R0200
2 End sections 1.5mm  0.059in Grey[]: FEM8S 1SNA116951R1500
3 Jumper bars 1poles  24A Grey[]: AD2.5 1SNA114205R2000
3 4 y 4 Lateral jumper bars 10poles 35 A PC81-10 1SNA173523R1100
5 Fuses 05A FU520 1SNA008288R 1500
3A5A 1SNA008289R1600
1A 1SNA008290R1300
5 N 6 \Q S 1SNA008291R0000
...... 5A 1SNA008292R0100
6 Assemblyrods  2poes i TGA8 1SNA168672R1100
3poes 1SNA168673R1200
A 4 poles 1SNA168674R1300
7 N 8 ,ga’ 7 Spring retaining rings ANT 1SNA166675R1400
8 Terminal block markers Blank card White["J: RC810 1SNA234000R0200

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M4/8.SF screw clamp terminal blocks
For 5x20 and 5x25 fuses - With blown fuse indicator

8 mm 0.375 in spacing

With blown fuse indicator

: 4 mm?2
Ordering details
Description Color Type Order code Pkg Weight
: iy (1poe)g
Fuse With blown fuse indicator Grey [[]: M4/8.SFL 1SNA115661R2100 50 14.00
byneon 110-230 VAC £ i
With blown fuse indica- Grey [1: M4/8.SFD 1SNA115663R2300 50 14.00
tor by LED 24 V AC/DC
Main technical data Leakage current :
Rated voltage 24V:<45mA
Impulse withstand voltage 1oV i< 0.5mA
Protection 230V :<0.7mA
ce ‘RoHS W\ @ @& 65
CE B : RoHS : USR : cCSAus : GostR

8 mm 0.375 in spacing

Ordering details

With blown fuse indicator and 2 test socket DIA 2 mm 0.079 in

Description %Color %Type %Order code Pkg Weight
: : : ‘ay  : (1pce)g
Fuse With blown fuse indicator by Grey [1i M4/8.SFDT : 1SNA115665R2500 : (50 ¢ 14.00
LED 24 VAGIDC and 2 test
socket DIA2mm 0.079in s —— : : T
Wih bionn fuse ndicator by Grey T3 Nd/8.SFLT CSNAT{5667R2700 50400
neon 110-230V AC and 2 test ] : :
socket DIA2 mm 0.079n
Main technical data {IEC fUL Leakage current :
Rated voltage f 24V:<45mA
Impulse withstand voltage : 1oy i< 0.5mA
Protection ‘P20 CNEWA 7 230V:<0.7mA
8 mm 0.315 in spacing CCS Rg)rss 2: : g ;’O@S;’{ :
Accessories
Description Color Order code Pkg Weight
: : : iqy : (lpce) 9
1 Test plugs DIA2 mm 0.079 in : 1SNA007865R2600 : :100

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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M4/8.SN screw clamp terminal blocks
Disconnect with lever - with test socket - 8 mm 0.375 in spacing

Description
— Simplify the disconnect operations for the disconnect terminal blocks installed next to fuse terminal blocks
M4/8.SF...,

— With the same profile as M4/8.SF, the M4/8.SN disconnect lever is easily operated by hand and the wiring
of the alternated disconnect and fuse circuits is easier,
— Link bar for lever included in terminal.

Ordering details

. Description Color Type : Order code : {Pkg i Weight
g qay : (1pce) 9
g Disconnect i Grey, blue F3: M4/8.SN 1SNA115659R0700 50 13.00
5 Disconnect with 2 test socket Grey, blue i M4/8.SNT 1SNA115668R0000 50 13.00
? DIA 2 mm 0.079 in : : : : ] :
Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail C o s :G32,THB6-7.5,
s TH 35-15
M4/8.SN 1 conductor  Rigid - Solid / Stranded 22-12AWG | 24-12AWG | Wire stripping ==} 9.5 mm
per clamp Flexible length 0.37in
with insulated ferrule
....... Gauge Tool @ Flat screwdriver
565222 Q@ 4mm
S L @ 0.157in
E S Rated current / Rated cross section 15A/12AWG : 10A/ 12 AWG
o 8 e ® Torque 0.5-0.8N.m
219 e Rated voitage 600V 250/ @ 44-7.11bin
HES @ :] Impulse withstand voltage
J == iR Protection NEWA 1
2 @ D ] The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
] o All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
L € R w € &
31 1.22 CE i i RoHS : USR : CSA | CGostR :
8 mm 0.375 in spacing
Accessories
Description i Color i Type i Order code
1 1 End stops 10 mm 0.3%4 in Grey[[]: BAM2 1SNA206351R1600
...... 9mm 0.354in BADL 1SNA399903R0200
2 End sections 1.5 mm 0.059in Grey[]: FEM8S 1SNA116951R1500
@ 3 Lateral jumper bars 10 poles 35 A PC81-10 1SNA173523R1100
3 & \ 4 Assemblyrods  Dpoes e 768 15NA168672R1100
3poles 1SNA168673R1200
...... 4 poles 1SNA168674R1300
5 ___Spring retaining rings ANT 1SNA168675R1400
@ vl 6 Terminal block markers Blank card White[J: RC810 1SNA234000R0200
5 6 ﬂa Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M4/8 screw clamp terminal blocks
Feed-Through - 8 mm 0.375 in spacing

M4/8

‘ 56.5 2.22"

@ﬂ
C 435 1.71

|
| Gl 26 1.02°
Yoose

8 mm 0.375 in spacing

+ 385 1.52" LI 46 1.81"

1SNC161155F0014

Description

— Simplify the alternated feed-through and fuse circuits operations,

— With the same profile as M4/8.SF, the wiring of the alternated feed-through and fuse circuits is easier.

Ordering details

Weight

Description i Color Type : Order code iPkg :
aty (1pce) 9
Feed-Through Grey [ M4/8 15NA115523R0700 50 11.00
Main technical data Mounting instructions
Connecting capacity IEC uL CSA Rail C o+~ G32TH35-75,
1 TH 35-15
1 conductor Wire stripping =4: 9.5 mm
per clamp length 0.37in
........ Tool Flat screwdriver
@ @ 4mm
@ 0.157in
26A/4mm? s
Torque 0.5-08Nm
@/ 4.4-7.1b.in

Protection

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. for more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

e 'RoHS |

CE i i RoHs

=

i GostR

Accessories

Description : Color i Type i Order code
1 End stops 10 mm 0.39%4in Grey[[]: BAM2 1SNA206351R1600
...... 9mm 0.354in BADL 1SNA399903R0200
2 End sections 1.5 mm 0.059 in Grey[]: FEM8S 1SNA116951R1500
3 Jumper bars 1poles  24A Grey[]: AD2.5 1SNA114205R2000
4 Lateral jumper bars 10 poles 35 A PC81-10 18NA173523R1100
5 Test sockets DIA2 mm 0.079 in AL2 1SNA163070R0000
...... DIA3 mm 0.120 in AL3 1SNA163261R0000
6 Test plugs DIA2mm 0.079 in Black Ill: FC2 1SNA007865R2600
7 Terminal block markers Blank card White [J: RC810 1SNA234000R0200

Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.

1SNC161077S0201 - Rev. A
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M4/8.D2.SF screw clamp terminal blocks
For 5 x 20 and 5 x 25 fuses - 8 mm 0.375 in spacing

1SNC161082F0014

M4/8.D2.SF
85.7 3.37"

-

~
3 3 5% 3
2| - Sy
Ja itk

; )

8 mm 0.375 in spacing
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Description

— Protect your circuits with 5x20 and 5x25 fuse terminal blocks (fuse not supplied with terminal blocks),
— Save space with double deck terminal blocks: 2 independent circuits 1 fuse on upper deck + 1 feed-through.

Ordering details

Description : Color Type : Order code : Pkg | Weight
aty (Tpce) 9

Fuse Grey [ : M4/8.D2.SF 1SNA115604R2100 50 26.00

Main technical data Mounting instructions

Connecting capacity IEC UL CSA Rail C o+ G32,TH35-75

wr TH 35-15
1 conductor  Rigi 24-12AWG  :24-12 AWG  Wire stripping S—— 95mm
perclamp ~ Flexble i 0.54mm? i length 0.370n

with insulated ferrule

Flat screwdriver

Tool @

;25ov

......... (@4mm
IR : 00157 in
0 AT T 12AWG 1074772 4G
E Torque @ 0.5-0.8N.m

144-7.11bin

: IP20 NEMA 1

Protection

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.

All other data are prowded as supp\ememan/ mformamon on\y For more details, p\ease consu\t our CB, UL or CSA cemﬁcates and technlcal datasheet available on hnp //www abb.com

CE ROHS A\ ™ § C @
CE H E RoHS : USRCNR : CSA E GostR @
Accessories
Description iColor  :Type : Order code

1 End stops 12 mm 0.472in Grey[[]: BADH 1SNA116900R2700

2 End sections 1.5 mm 0.059in Grey[]: FEM8D2S : 1SNA116913R0700 :

3 Jumper bars 41A : BJMI8-2 : 1SNA176669R1600 :

: BIMIB-3 : 1SNA176670R1300 :
: BJMIB-4 : 1SNA176671R0000 :

,,,,,, “BJMIB-10 ~1SNA176673R020)

4 Lateral jumper bars 10 poles ~ 35A : :PC81-10 © 1SNA173523R1100

5 Cross spacing jumpers 5mm0.2001n -6 mm 0.236 i - 8 mm 0.31 5)n (EL6 : 1SNA173627R2100

6 Test sockets DIA2 mm 0.079 in ; :AL2 : 1SNA163043R2100 :
DIA3mm0.120in :AL3 : 1SNA163261R0000 :

,,,,,, DIA 4 mm 0.757 in : CAL4M3 “15NA206721R0100 :

7 Fuses 05A i FU520 : 1SNA008288R1500
1A : 1SNA008290R1300 :

,,,,,, oA § “15NAD0B291R0000 ©

8 Assemblyrods 2 poles iTGA8 : 1SNA168672R1100
3 poles : 1SNA168673R1200 :

,,,,,, 4 poles . 1SNA168674R1300 :

9 Neutral cartridges {CN5 : 1SNAT79371R1600

10 Spring retaining rings ¢ ANT : 1SNA168675R1400 :

11 Terminal block markers Blank card White[1: RC810 : 1SNA234000R0200

Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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M4/8.D2.SF screw clamp terminal blocks
For 5 x 20 and 5 x 25 fuses - with blown fuse indicator
8 mm 0.375 in spacing

amm2 With blown fuse indicator by LED

Ordering details

Description Color Type Order code Pkg Weight
: : gty (1pce)d
Fuse With blown fuse indicator Grey [1: M4/8.D2.SFD3 : 1SNA115936R0500 : :50 ¢ 30.00 E
byLED 24-60VDC/ : ; ; : :
110VAC
Main technical data Leakage current :
Rated voltage 24V :<0.5mA
Impulse withstand voltage OV <2.2mA
Protection
8 mm 0.375 in spacing CCS RF%L-;S

With blown fuse indicator by neon
Ordering details

Description i Color i Type i Order code i Pkg i Weight

: : iqty i (1pce)d

Fuse With blown fuse indicator Grey [J: M4/8.D2.SFL 1SNA115646R2200 50 30.00
by neon 110-230 V AC

Main technical data ‘IEC ‘UL {CSA Leakage current :
Rated voltage : - 110V:<05mA
Impulse withstand voltage 230V:<0.7mA

P20 “NEWA T

Protection
CE H : RoHS :USRCNR : CSA : GostR !

8 mm 0.375 in spacing

g ammz @ With blown fuse indicator
P-=h ! Ordering details

8 mm 0.375 in spacing

Description { Color EType %Order code Pkg Weight
: : iqy : (1pce)d
Fuse With blown fuse indicator Grey []: M4/8.D2.SFD 1SNA115647R2300 50 30.00
by LED 24 V AC/DC
Main technical data Leakage current : <
Rated voltage 24V:i<45mA @
Impulse withstand voltage .
Protection {1P20 {NEMA 1 g
€ RoHs. @ &
CE : i RoHS @ i GCSA i GostR @ ©
[e]
%

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.

ABB SNA series - Terminal blocks | 83


www.abb.com/productdetails/1SNA115647R2300
www.abb.com/productdetails/1SNA115646R2200
www.abb.com/productdetails/1SNA115936R0500

D4/8.D2.P.SF screw clamp terminal blocks
For 5 x 20 and 5 x 25 fuses - 8 mm 0.375 in spacing

Description
— Protect your circuits with 5x20 and 5x25 fuse terminal blocks (fuse not supplied with terminal blocks),

— Save space with double deck terminal blocks: 2 independent circuits 1 fuse on upper deck + 1 feed-through
+ 1 ground.

Ordering details

Description i Color Type %Order code Pkg Weight
: : iqy  : (1poe) 9
Fuse Grey [J: D4/8.D2.PSF : 1SNA400270R2000 : 25 35.00
¢ Main technical data Mounting instructions
12 Connecting capacity IEC UL CSA Rail 1‘:{_ TH 35-7.5,
s TH 35-15
1 conductor Rigid - Solid / Stranded : 0.5-6 mm? 20-12 AWG 20-12AWG  Wire stripping % 9.5mm
per clamp _ length 0.37in
Tool Flat screwdriver
............. ) | @ 1o
D4/8.D2.P.SF §@0.157in
~ Bgltgd short-time withstand current (1s) Torque C/ 0.5-08N.m
99,1 3.90" Rated voltage © :4.4-711b.in
180° Impulse withstand voltage :
Protection i ; i i
The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
[ . % All other data are prowded as supplementary information on\y For more details, please consu\t our CB, UL or CSA cemﬁcates and technlcal datasheet available on hnp //www abb.com
= | B ™ ] T T T T
ol | SN C€ . RoHS W . @ 63
RN T ol CE i Chobs L Usm | oA | comm |
AR = ol NI
9/ o =3 - =5 9|
) | 557 2.19"
8 mm 0.375 in spacing
Accessories
Description i Color i Type i Order code i Pkg i Weight
: ’ : : : iqy { (lpee) O
1 End stops 12 mm 0.4721in Grey[[]: BADH 1SNA116900R2700 i 24,00
2 End sections 1.5 mm 0.059 in Grey[[]: FEM8D2S1 : 1SNA400273R1700 : 4.60
Jumper bars 2 poles 41A : BJM8 : 1SNA168520R0500 : 5.00
: 1SNA168521R2200 : 7.00
3 4 y : 1SNA168522R2300 : 9.50
,,,,, ; : 1SNA168974R0000 : 23.70
4 Lateral jumper bars 10poles  35A i PC81-10 : 1SNA173523R1100 : 5.00
..... Cross spacing jumpers 5mm 0.200in -6 mm 0.236 n - 8 mm 0,31, 5m (EL6 : 1SNA173627R2100 : 0.10
) 6 Test sockets DIA2 mm 0.079 in (A2 : 1SNA163043R2100 : 0.90
o 6y DIA 4 mm 0.157 in { AL4-M3 : 1SNA206721R0100 : 1.10
7 Fuses 05A : FU520 : 1SNA008288R1500 :
1A : 1SNA00B290R1300 :
..... 2A ] : 1SNA008291R0000 :
7 3 w 8 Assemblyrods 2 poles :TGAS : 1SNA168672R1100 : 1.00
3 poles : 1SNA168673R1200 :
..... 4 poles : : 1SNA168674R1300 :
9 Neutral cartridges i ON5 : 1SNA179371R1600 : 3.90
@ 10 _Spring retaining rings ANT : 1SNA168675R1400 :
9 10 11 Terminal block markers Biank card winits[1; RC810 "1SNA234000R0200 ¢ 8.20
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
1 ,’gﬂ’

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D4/8.D2.P.SF screw clamp terminal blocks
For 5 x 20 and 5 x 25 fuses - with blown fuse indicator
8 mm 0.375 in spacing

D4/8.D2.P.SF
99,1 3.90" r
180°

s %
g i 82
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i | 557 2.19"
T

8 mm 0.375 in spacing
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1SNC161034F0014

Description

— Protect your circuits with 5x20 and 5x25 fuse terminal blocks (fuse not supplied with terminal blocks),
— Save space with double deck terminal blocks: 2 independent circuits 1 fuse on upper deck + 1 feed-through

+ 1 ground,

— Quickly identify the defective circuit thanks to the blown fuse indicator.

Ordering details

Description i Color i Type i Order code iPkg i Weight
: fay (ipee) 9
Fuse With blown fuse indicator Grey [J: D4/8.D2.P.SFL - 1SNA400271R1500 : 125 35.00
by neon 110-230 V AC E ]
With blown fuse indicator; ~~ Grey [ D4/BD2RSFD 1SNA400272R1600
by LED 24-80VDC/  : ; ;

110VAC

Main technical data

Mounting instructions

Connecting capacity

CSA

Rail

TH 35-7.5,
TH35-15

1 conductor
per clamp

Fl

Protection

Rigid - Solid / Stranded : 0.

20

20-12 AWG

Wire stripping
length

0.37in

9.5 mm

AWG: 6.3A/ 12 AWG

Flat screwdriver
(@4 mm
{00157 in

| NEMA 1

R E‘!CE

05-0.8Nm
144-7.11bin

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

e ‘RoHS: W | @ @ €5
CcE i i RoHS | USR | CSA i GostR
Notes
® Blocks with LED indicator are labeled "+" on the outside of the lever. The indicator can be reversed in the field if
S required.

Leakage current D4/8.D2.P.SFL: 110V : < 0.5 mA/ 230V : < 0.7 mA
Leakage current D4/8.D2.P.SFD : 24V : < 0.5 mA/110V:< 2.2 mA

Accessories

Description i Color i Type i Order code

1 End stops 12mm  0.472in Grey[]: BADH 1SNA116900R2700
2 End sections 15mm  0.0590n Grey[1: FEM8D2S - 1SNA400273R1700
Jumper bars 2poles  41A : BJM8 : 1SNA168520R0500 :
i : 1SNA168521R2200 :
: 1SNA168522R2300 :
,,,,, : : 1SNA168974R0000 :
4 Lateral jumper bars 10poles  35A : i PC81-10 : 1SNA173523R1100
..... Cross spacing jumpers 5mm 0.2001n-6mm 0236 -8 mm 0.315n =1 : 19NA173627R2100
6 Test sockets DIA2 mm 0.079 in : AL2 : 1SNA163043R2100 :
,,,,, DIA 4 mm 0.157 in ‘AL4-M3 : 1SNA206721R0100 :
7 Fuses 05A ~ 1FU520 : 1SNA008288R1500 :
1A E : 1SNA008290R1300 :
,,,,, 2A “ 1SNA008291R0000
8 Assemblyrods 2 poles :TGAS : 1SNA168672R1100 :
3 poles : 1SNA168673R1200 :
,,,,, 4 poles : 1SNA168674R1300 :
9 Neutral cartridges iCN5 : 1SNA179371R1600
10 _Spring retaining rings : ANT : 1SNA168675R1400 :
11 Terminal block markers Blank card White[J: RC810 : 1SNA234000R0200 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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ML10/13.SF screw clamp terminal blocks
For 6.3 x 25 and 6.3 x 32 fuses - 13 mm 0.572 in spacing

ML10/13.SF

C 5142 550"
137 539" WS 1445 5.69

13 mm 0.572 in spacing

C 705 2.77"

655 s 73

2.58"

2.87"

1SNC161136F0014

Description

Protect your circuits with 6.35 x 25.4 mm (% x 1 in) and 6.35 x 32 mm (% x 1% in) fuse terminal blocks
(fuse not supplied with terminal blocks).

Ordering details

Description i Color Type §0rder code %Pkg Weight
: : idy i (1peg) @
Fuse Black M ML10/13.SF : 1SNA199095R1300 : (20 ¢ 51.00
Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail C o+ G32,TH35-75,
r TH 35-15
1 conductor 22-10AWG  : 22-8 AWG Wire stripping 12 mm
per clamp length _— 0.4721n
................. Tool Flat screwdriver
......................................... H @ :05.5mm
......................................... 1002170
WG i 25A/8ANG
,,,,, Torque 12-1.4Nm
@ £10.6-1231bin

Protection i NEMA

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

e . ‘RoHS ® = @ €3
CcE i i RoHs i USR i GCSA ! GostR i
Notes
A A: Use of the BJS requires the user to cut out the partition.

Accessories

Description i Color i Type i Order code iPkg i Weight

: : : fay | (i @

1 End stops 10 mm 0.39%4in Grey[[]: BAM2 1SNA206351R1600 i50 ¢ 12.00

,,,,, gmm0.3540n “BADL  1SNA206659R2300 5040
2 End sections 1.5mm  0.0590n . Black/ll: FEM13U | 1SNA199635R2400
3 Lateral jumper bars 10 poles 70 A  PC13-10 £ 1SNA173510R2000
4 Test sockets DIA2 mm 0.079 in A2 : 1SNA163043R2100 :
DIA3mm 0.720 in :AL3 : 1SNA163261R0000 :
,,,,, DIA 4 mm 0.757 in CALAM3 “15NA206721R0100 -
5 Test plugs DIA 2 mm 0.079 in Black ll: FC2 : 1SNA007865R2600 :
,,,,, DIA 4 mm 0.757 in T il T FC4 - {SNA167860R0100
6 Fuses 1A ; iFUB33 : 1SNA168556R0500

25A : 1SNA168558R1700 :
,,,,, 63A f “1SNA168560R 1500 ©
7 Assembly rods 2 poles TGA13 : 1SNA168564R0500 :

3 poles : 1SNA168565R0600 :
..... 4 poles : : . 1SNA168566R0700 :
8 Spring retaining rings : ANT : 1SNA168675R1400 :
9 Terminal block markers Blank card i wnite[ ] RC1010 : 1SNA238000R1600

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Disconnect screw clamp terminal blocks

Description : Color Type : Order code :Pkg : Weight
: : igqy i (tpeg 9

Disconnect Profile aligned with ML10/13 SF Black, blue i ML10/13.SN : 1SNA199105R2200 : (20 @ 59.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA199105R2200
www.abb.com/productdetails/1SNA238000R1600
www.abb.com/productdetails/1SNA168675R1400
www.abb.com/productdetails/1SNA168566R0700
www.abb.com/productdetails/1SNA168565R0600
www.abb.com/productdetails/1SNA168564R0500
www.abb.com/productdetails/1SNA168560R1500
www.abb.com/productdetails/1SNA168558R1700
www.abb.com/productdetails/1SNA168556R0500
www.abb.com/productdetails/1SNA167860R0100
www.abb.com/productdetails/1SNA007865R2600
www.abb.com/productdetails/1SNA206721R0100
www.abb.com/productdetails/1SNA163261R0000
www.abb.com/productdetails/1SNA163043R2100
www.abb.com/productdetails/1SNA173510R2000
www.abb.com/productdetails/1SNA199635R2400
www.abb.com/productdetails/1SNA206659R2300
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA199095R1300

ML10/13.SF screw clamp terminal blocks
For 6.3 x 25 and 6.3 x 32 fuses - with blown fuse indicator
13 mm 0.572 in spacing

With blown fuse indicator by neon
Ordering details

Description i Color { Type : Order code : {Pkg : Weight
aty (1pce)9 )
Fuse With blown fuse indicator Black Il: ML10/13.SFL 1SNA199168R0000 20 54.00
by neon 110-230 V AC

Main technical data {IEC fUL {CSA Leakage current :

Rated voltage 800V 600V 600V 110V:<0.5mA

Impulse withstand voltage 8oooyvy i 230V:<0.7mA

Protection NEMA

o ce ‘RoHS' W |« @ | 6T ‘
13 mm 0.572 in spacing CcE P ORoHS ! USR CCSA : Gf:@R :

- §  1omm2z = With blown fuse indicator by LED
O&w . 10AWG @ Ordering details
: : ‘ Description { Color “Type { Order code : {Pkg i Weight
aty (1pce)9
Fuse With blown fuse indica- Black HM: ML10/13.SFD 1SNA199166R2600 20 54.00
tor by LED 24 V AC/DC
Main technical data ([IEC uL iCSA Leakage current :
Rated voltage 8oV 600V 600V 24V <45 mA
Impulse withstand voltage 8000V
Protection NEMA
13 mm 0.572 in spacing CCS R%Ijss % g; Gt@s‘;
<
2
g
2
5
%

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA199166R2600
www.abb.com/productdetails/1SNA199168R0000

ML10/13.SN screw clamp terminal blocks
Disconnect with lever - 13 mm 0.572 in spacing

ML10/13.SN

C 5142 550"
137 539" WS 1445 5.69

13 mm 0.572 in spacing

88 | ABB SNA series - Terminal blocks

655 s 73
287"

C 705 2.77"
2.58"

1SNC161243F0014

Description

— Simplify the disconnect operations for the disconnect terminal blocks installed next to fuse terminal blocks
ML10/13.SF...,

— With the same profile as ML10/13.SF, the ML10/13.SN disconnect lever is easily operated by hand and the
wiring of the alternated disconnect and fuse circuits is easier,

— Link bar for lever included in terminal block.
Ordering details

Description %Color %Type %Order code %Pkg Weight
: i : : idqy : (tpeg 9
Disconnect With test sockets : 1SNA199105R2200 i 59.00

Black, be | ML10/13.5N 20

DIA2 mm 0.079in

Main technical data Mounting instructions

Connecting capacity IEC iuL CSA Rail C o+~ :GB32,TH35-75
H r TH 35-15

1 conductor 22-8 AWG Wire stripping 12 mm
per clamp length =4:’ 0.4721in
............. Tool Flat screwdriver

‘ @ :05.5mm

: @0.217in

WG 25A/8AWG
..... Torque @ 1.2-1.4Nm

10.6-12.31b.in

: NEMA

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com

Protection

Ce RoHs W @ | 63
CE © RoHS ¢ USR ¢ GCSA i GostR !
Notes
A A: Use of the BJS requires the user to cut out the partition.
Accessories
Description : Color i Type : Order code iPkg : Weight
: : ; fay | (i @
1 End stops 10mm  0.39%in Grey[[J: BAM2 1SNA206351R1600 (50 112,00
..... 9gmm 0.354in : BADL : 1SNA399903R0200 :
2 End sections 1.5mm  0.059in Black ll: FEM13U : 1SNA199635R2400 :
3 Lateral jumper bars 10poles 70 A : PC13-10 : 1SNA173510R2000 :
4 Test sockets DIA2 mm 0.079 in A2 : 1SNA163043R2100 :
DIA3mm 0.720in i AL3 : 1SNA163261R0000 :
..... DIA 4 mm 0.157 in : AL4-M3 : 1SNA206721R0100 :
5 Test plugs DIA 2 mm 0.079 in Black [ll: FC2 : 1SNA007865R2600 :
,,,,, DIA 4 mm (.157 in White[J: FC4 - 1SNA167860R0100
6 Assemblyrods 2 poles : TGA13 : 1SNA168564R0500 :
3 poles : 1SNA168565R0600 :
..... 4 poles : 1SNA168566R0700 :
7 Spring retaining rings S ANT : 1SNA168675R1400 :
8 Terminal block markers Blank card White[]: RG1010 : 1SNA238000R1600 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA238000R1600
www.abb.com/productdetails/1SNA168675R1400
www.abb.com/productdetails/1SNA168566R0700
www.abb.com/productdetails/1SNA168565R0600
www.abb.com/productdetails/1SNA168564R0500
www.abb.com/productdetails/1SNA167860R0100
www.abb.com/productdetails/1SNA007865R2600
www.abb.com/productdetails/1SNA206721R0100
www.abb.com/productdetails/1SNA163261R0000
www.abb.com/productdetails/1SNA163043R2100
www.abb.com/productdetails/1SNA173510R2000
www.abb.com/productdetails/1SNA199635R2400
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA199105R2200
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SNA series, terminal blocks
Spring clamp technology

Overview 92
Feed-through
2.5 mm2/ 12 AWG D2.5/5.2L 2 connections 93
D2.5/5.3L 3 connections 94
D2.5/5.4L 4 connections 95
D2.5/5.1.3L Angled block with 3 connections 96
D2.5/5.1.4L Angled block with 4 connections 97
4 mm2/ 10 AWG D4/6.2L 2 connections 98
D4/6.3L 3 connections 99
D4/6.4L 4 connections 100
6 mm2/8 AWG D6/8.2L 2 connections 101
D6/8.3L 3 connections 102
10 mm2/ 6 AWG D10/10.1.2L 2 connections 103
D10/10.3L 3 connections 104
16 mm2/ 6 AWG D16/12.2L 2 connections 105
D16/12.3L 3 connections 106
35 mm2/2 AWG D35/16.2L 2 connections 107
Ground
2.5mm2/ 12 AWG D2.5/5.P.2L 2 connections 108
D2.5/5.P.3L 3 connections 109
D2.5/5.P.4L 4 connections 110
D2.5/5.P.1.3L 3 connections 11
D2.5/5.P.1.4L 4 connections 112
4 mm2/ 10 AWG D4/6.P.2L 2 connections 113
D4/6.P.3L 3 connections 114
D4/6.P.4L 4 connections 115
6 mm2/8 AWG D6/8.P.2L 2 connections 116
D6/8.P.3L 3 connections 117
10 mm2/ 6 AWG D10/10.1.P.2L 2 connections 118
D10/10.P.3L 3 connections 119
16 mm2/ 6 AWG D16/12.P.2L 2 connections 120
D16/12.P.3L 3 connections 121
35 mm2/2 AWG D35/16.P.2L 2 connections 122
Double deck
2.5 mm2/ 12 AWG D2.5/5.D2.L 123
Triple deck
2.5 mm2/ 12 AWG D2.5/5.T3.L 124
D2.5/5.T3.P.L Triple deck + ground 125
D2.5/5.T1.L 6 common connections 126
D2.5/5.T1.P.L 7 ground connections 127
Disconnect
2.5 mm2/ 12 AWG D2.5/5.SNBT.2L 2 connections 128
D2.5/5.SNBT.4L 4 connections 129
For 5x20 and 5x25 mm fuses (0.7197x0.787 in and 0.197x0.984 in)
2.5 mm2/ 12 AWG D2.5/8.SF.2L Fuse holders 130
D2.5/8.SNT.2L Disconnect - profile aligned with D2.5/8.SF.2L 132
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SNA series, terminal blocks
Spring clamp technology

PSS\
TREG,
. x s
b -]
A
Angled block Angled block
Feed-through
Section o—L-\Lo oLudeo ooLl-\Ioo oqu—-o oo-T—oo
IEC UL/CSA
2.5 mm? : 12 AWG : D2.5/5.2L 5mm 0.197 in D2.5/5.3L 5mm 0.197 in D2.5/5.4L 5mm0.197in i D2.5/5..83L 5mm 0.797in : D2.5/5.1.4L 5mm 0.197in
4 mm?2 10 AWG : D4/6.2L 6 mm 0.236 in D4/6.3L 6 mm 0.236 in D4/6.4L 6 mm 0.236 in
6 mm? 8 AWG D6/8.2L 8 mm 0.315in D6/8.3L 8mm 0.315in
10 mm2 :6 AWG :D10/10.1.2L 10mm 0.394in :D10/10.3L 10 mm 0.394 in
16 mm2 :6 AWG :D16/122L 12mmo0.472in iD16/12.3L  12mm 0.472in
35 mm2 :2 AWG D35/16.2L 16 mm 0.630in
Angled block Angled block
Ground
Section °—\Lﬁ_|*_‘\L° °j;i1il°° °°Lilil°° °°Eﬁ‘° °°£°°
IEC UL/CSA ) }
2.5mm2 : 12 AWG :D25/5.P2L 5mmo0.197in :D2.5/5.P3L 5mm0.797in :D2.5/5.P4L 5mm0.197in: D2.5/5..LP.3L 5mm 0.197in: D2.5/5..P4AL 5mm 0.197 in
4 mm?2 10 AWG : D4/6.P.2L 6 mm 0.236in : D4/6.P.3L 6mm 0.236in : D4/6.P4L 6 mm 0.236 in
6 mm?2 8 AWG :D6/8.P.2L 8 mm 0.375in i D6/8.P.3L 8 mm 0.315in
10 mm? (6 AWG D10/10.1.P2L 10 mm 0.394 in i D10/10.P.3L 10 mm 0.394 in
16 mm2 :6 AWG D16/12.P2L 12mm0.472in: D16/12.P.3L 12mm 0.472in
35 mm? :2 AWG D35/16.P2L 16 mm 0.630in
g l‘_JI"i 'i. i'. )
m » i lh(
RN S
] S
1w
Ip
Double deck Triple deck Triple deck + ground Disconnect For 5 x 20 and 5 x 25 mm fuses
(0.197" x 0.787"and 0.197" x 0.984")
S % g o ?
Section % Fant A i% ohoids Bl oAb
K% [V
IEC UL/CSA £ s
2.5mm? |12 AWG | D25/5.D2.L D2.5/5.T..L D2.5/5.T3.P.L D2.5/5.T1.P.L D2.5/5.SNBT... D2.5/8.SF.2L D2.5/8.SNT.2L
: 5mm0.7197 in 5mm 0.7197 in 5mm 0.197 in 5mm0.197 in 5mm 0.197 in 5mm 0.197 in 5mm 0.197 in

All the technical data for UL/CSA standard and dimensions in inches are in italic.

BTerminal - Hole for testing or jumpering - Testing point - Fuse holder - Blown-fuse indicator - Ground connection, linked to the DIN rail

Interconnection between decks - Disconnect function
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D2.5/5.2L spring terminal blocks
Feed-through with 2 connections - 5 mm 0.797 in spacing

c 25mm2 Description . -
olulo J/T ~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~~ : — Easy to access thanks to its front wiring entry,
’1 12 AWG i — Clamping contact pressure non dependent on the operator and automatic creeping compensation,

— Numerous built-in functions: double jumpering system, clearly visible top marker, test sockets, etc,
Functional through ergonomic design (alignment).

Ordering details

z Description %Color %Type §0rder code Weight
é Feed-through 2 connegctions 1 1SNA290021R2700
z ~ 1SNA290023R2100
. : 1SNA290022R2000 :
: 1SNA290027R2500 :
~: 1SNA290028R0600
- 1SNA290024R2200
D2.5/5.2L " SNA290465R0100 ¢
~ 1SNA290464R0000 :
~: 1SNA290025R2300 :
: 1SNA290026R2400 :
Main technical data Mounting instructions
] Connecting capacity IEC iuL CSA Rail — TH 35-7.5,
g .| o TH 35-15
oz 1 conductor  Rigid - Solid / Stranded 26:12AWG | Wire stripping S 95mm
g 8 per clamp Flexble ~i01226mmz ¢ i length 0.37in
i with non insulated ferule & i
..... Tool Flat screwdriver
................. : @ ¢ ©35mm
..... : . 007138in
d current / Rated cross section 15A/12AWG
5 mm 0.797 in spacing d short-time withstand current (1s) :300A & o

Protection

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

i RoHS {USRCNR: CSA | GostR :

Accessories

Description : Color i Type : Order code

1 End stops 9mm 0.354in Grey[]: BADL 1SNA399903R0200
..... 10 mm 0.3%4 in : : BAM2 : 1SNA206351R1600 :
2 End sections 2.5mm  0.098in Grey[ : FED5.2L : 1SNA291061R2400 :
3 Jumper bars C24A i Orange[T: BJDL5-2 : 1SNA291102R2300 :
: : BJDL5-3 : 1SNA291103R2400 :
i BJDL5-4 : 1SNA291104R2500 :
:BJDL5-5 : 1SNA291105R2600 :
,,,,, § “BJDL5-10 * 1SNA291110R2600 :
4 Cross spacing 5mm0.200in-6mm0.236in :  Orange[[: BJDPL5.6-2 : 1SNA291150R0600 :
jumpers 5mm0.200in-8mm0.315in : BJDPL5.8-2 : 1SNA291160R0000 :
,,,,, 5mm 0.200in - 10 mm 0.400 in : {BJDPLE.10-2  : 1SNA291480R2200 :
5 Circuit separators 2.5mm  0.098in i Orange[]: SCD5.2L ¢ 1SNA291352R0400
6 Test plugs DIA2 mm 0.079 in Black ll: FC2.MC : 1SNA107239R0300 :
7. Shield connectors :CBD5.2L : 1SNA291077R2400
8  Terminal block markers Blank card White[J: RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

<

2

5

Ground spring terminal blocks g
Description : Color Type : Order code iPkg : Weight %
: : iay  : (lpoe) 9 5

Ground Screwless rail connection Green-yellow [ D2.5/5.P2L : 1SNA290029R0700 : (50 900 &

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA290029R0700
www.abb.com/productdetails/1SNA231000R0700
www.abb.com/productdetails/1SNA291077R2400
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA291352R0400
www.abb.com/productdetails/1SNA291480R2200
www.abb.com/productdetails/1SNA291160R0000
www.abb.com/productdetails/1SNA291150R0600
www.abb.com/productdetails/1SNA291110R2600
www.abb.com/productdetails/1SNA291105R2600
www.abb.com/productdetails/1SNA291104R2500
www.abb.com/productdetails/1SNA291103R2400
www.abb.com/productdetails/1SNA291102R2300
www.abb.com/productdetails/1SNA291061R2400
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA290026R2400
www.abb.com/productdetails/1SNA290025R2300
www.abb.com/productdetails/1SNA290464R0000
www.abb.com/productdetails/1SNA290465R0100
www.abb.com/productdetails/1SNA290024R2200
www.abb.com/productdetails/1SNA290028R0600
www.abb.com/productdetails/1SNA290027R2500
www.abb.com/productdetails/1SNA290022R2000
www.abb.com/productdetails/1SNA290023R2100
www.abb.com/productdetails/1SNA290021R2700

D2.5/5.3L spring terminal blocks
Feed-through with 3 connections - 5 mm 0.797 in spacing

D2.5/5.3L

Description
Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,
— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc,

Functional through ergonomic design (alignment).
Ordering details

5 mm 0.797 in spacing
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Protection

g Description : Color “Type  Order code ‘Pkg | Weight
g : : : iqty i (1pee) 9
o Feed-through 3 connections 1SNA290031R2100 5
v - 1SNA290033R2300 5
- 1SNA290032R2200 -5
- 1SNA290037R2700 : 5
Green W D2.5/5.3L : 1SNA290038R0000 : .50
: 1SNA290034R2400 : : 5
: 1SNA290035R2500 : B
Black M D2.5/5.3L ¢ 1SNA290036R2600 50 7.00
Main technical data Mounting instructions
Connecting capacity IEC iuL CSA Rail — TH 35-7.5,
5 : e TH35-15
3 1 conductor  Rigi Wire stripping  : === {9.5mm
] per clamp Flexible i0.2-25mm length 0.37in
Wi
Tool Flat screwdriver
............. : @ : 035mm
..... : . 001380
Rated current ]::Rated cross section
Rated short-time withstand current (1s)

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com

‘RoHS: M @ €3
 RoHS [ USRONR: CSA : GosiR :

Accessories

Description : Color i Type : Order code
1 End stops 0.354in Grey[]: BADL 1SNA399903R0200
,,,,, 0.394in “BAM2 " 1SNA206351R1600
2 End sections 0.098 n Grey [ |: FED5.3L “ 1SNA291051R2200 :
3 Jumper bars 24A Orange[; BJDL5-2 ¢ 1SNA291102R2300
BJDL5-3 £ 1SNA291103R2400
: BJDL5-4 - 1SNA291104R2500
: BJDL5-5 : 1SNA291105R2600 :
,,,,, - BJDL5-10 “ 1SNA291110R2600 :
4 Cross spacing 5mm 0.200 in - 6 mm 0.236 in Orange [0; BJDPL5.6-2 : 1SNA291150R0600 :
jumpers 5mm0.200in-8mm0.315in : BJDPL5.8-2 : 1SNA291160R0000 :
,,,,, 5mm 0.200n - 10 mm 0.400in :BJDPLE10-2 ¢ 1SNA291480R220
5 Circuit separators 2.6mm  0.098in ¢ Onange[[]: SCD5.3L ¢ 1SNA291362R0600
6 Test plugs DIA 2 mm 0.079 in Blackll: FC2.MC “ 1SNA107239R0300 :
7 Terminal block markers Blank card White[J: RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground spring terminal blocks

Description : Color Type : Order code :Pkg : Weight
: : iqy : (1poe) 9

Ground Screwless rail connection Green-yellow [W: D2.5/5.P.3L : 1SNA290039R0100 : 50 11.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA290039R0100
www.abb.com/productdetails/1SNA231000R0700
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA291362R0600
www.abb.com/productdetails/1SNA291480R2200
www.abb.com/productdetails/1SNA291160R0000
www.abb.com/productdetails/1SNA291150R0600
www.abb.com/productdetails/1SNA291110R2600
www.abb.com/productdetails/1SNA291105R2600
www.abb.com/productdetails/1SNA291104R2500
www.abb.com/productdetails/1SNA291103R2400
www.abb.com/productdetails/1SNA291102R2300
www.abb.com/productdetails/1SNA291051R2200
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA290036R2600
www.abb.com/productdetails/1SNA290035R2500
www.abb.com/productdetails/1SNA290034R2400
www.abb.com/productdetails/1SNA290038R0000
www.abb.com/productdetails/1SNA290037R2700
www.abb.com/productdetails/1SNA290032R2200
www.abb.com/productdetails/1SNA290033R2300
www.abb.com/productdetails/1SNA290031R2100

D2.5/5.4L spring terminal blocks
Feed-through with 4 connections - 5 mm 0.797 in spacing

Description

Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,
— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc,
Functional through ergonomic design (alignment).

Ordering details

% Description Color Type Order code { Pkg Weight
% Feed-through 4 connections boaL 1SNA290011R2500
Bue [:D25/BN4L ¢ 1SNA290013R2700 :
: 1SNA290012R2600 :
: 1SNA290017R2300 :
p2.5/54L Green Wi D2.5/64L - 1SNA290018R0400
: 1SNA290014R2000 :
,,,,,, : 1SNA290015R2100 :
Black IM: D2.5/5.4L : 1SNA290016R2200 :
RS Main technical data Mounting instructions
5|8 Connecting capacity IEC UL CSA Rail — TH 35-7.5,
3 s = TH 35-15
:] ] 1 conductor Rigid - Solid / Stranded : 26-12 AWG 26-12 AWG Wire stripping % 9.5mm
per clamp Flexible 0225 mme length 0.371in
with non insulated ferrul
withinsulated ferrule =~ Tool @ Flat screwdriver
5mmO0.797 inspacing e GRUGE P2 035 mm
................... @0'738 In

| NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

Protection

i RoHS USRCNR: GCSA | GostR i
Accessories
Description : Color i Type i Order code

1 1 End stops 9mm 0.354 in Grey[J: BADL 1SNA399903R0200
,,,,, iomm 0.394n : “BAMD - 15NA206351R 1600
2 End sections 25mm  0.098in Grey[[]: FED5.4L : 1SNA291041R2000
3" jumper bars Y | Orange[1: BJDL5-2 T1SNA291109R2300 ¢
3 4 : : BJDL5-3 : 1SNA291103R2400 :
: BJDL5-4 : 1SNA291104R2500 :
: BJDL5-5 : 1SNA291105R2600
,,,,, 10 poles : BJDL5-10 : 1SNA291110R2600
4 Cross spacing 5mm0.200in-6mm0.236in i  Orange[]: BJDPL5.6-2 : 1SNA291150R0600 :
5 jumpers 5mm0.200in - 8 mm 0.315in : : BJDPL5.8-2 : 1SNA291160R0000 :
,,,,, 5mm 0.200in - 10 mm 0.400in “BIDPLE. 102 TSNA291480R2200 :
5 Circuit separators 25mm  0.098 in i Orange[T: SCD5.4L : 1SNA291372R0000
6 Test plugs DIAS mm 0,079 in T Bkl FCOMC * 1SNA107239R0300
7 ﬂ’gan 7 Terminal block markers Blank card White[]; RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

<

2

b

Ground spring terminal blocks g
Description : Color Type : Order code iPkg : Weight %
: : y :(poe) 9 &

Ground Green-yellow [M: D2.5/5.P.AL : 1SNA290019R0500 : (50 ¢ 12.00 5

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA290019R0500
www.abb.com/productdetails/1SNA231000R0700
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA291372R0000
www.abb.com/productdetails/1SNA291480R2200
www.abb.com/productdetails/1SNA291160R0000
www.abb.com/productdetails/1SNA291150R0600
www.abb.com/productdetails/1SNA291110R2600
www.abb.com/productdetails/1SNA291105R2600
www.abb.com/productdetails/1SNA291104R2500
www.abb.com/productdetails/1SNA291103R2400
www.abb.com/productdetails/1SNA291102R2300
www.abb.com/productdetails/1SNA291041R2000
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA290016R2200
www.abb.com/productdetails/1SNA290015R2100
www.abb.com/productdetails/1SNA290014R2000
www.abb.com/productdetails/1SNA290018R0400
www.abb.com/productdetails/1SNA290017R2300
www.abb.com/productdetails/1SNA290012R2600
www.abb.com/productdetails/1SNA290013R2700
www.abb.com/productdetails/1SNA290011R2500

D2.5/5.1.3L spring terminal blocks
Feed-through with 3 connections - 5 mm 0.797 in spacing

D2.5/5.1.3L

L 56.5 2.22"

5 mm 0.797 in spacing

s 49 1.92"
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1SNC162061F0014

Description

— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,

— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc.

Ordering details

Description %Color %Type %Order code Pkg Weight
Feed-through 3 connections Grey O oesbial 1SNA399068R1700
: 1SNA399067R0600 :
: 1SNA399260R2000 : ;
Yellow [71: D2.5/5.1.3L : 1SNA400219R1100 : :50 8.00

Main technical data Mounting instructions

Connecting capacity IEC iuL CSA Rail —r TH 35-7.5,
: r TH 3515
1 conductor Bigid - Solid / Stranded : 26-14 AWG Wire s{ripping 9.5mm
per clamp Fl ~length = 0.37in
. Tool Flat screwdriver
............. @ @3.5mm
@0.138in

‘P20 { NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
Al other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

i RoHS [ USRCNR : CSA { GostR @

Protection

Accessories

Description i Color i Type : Order code iPkg : Weight

: : : gy (ipeg @

1 End stops 0.354 in Grey[J: BADL 1SNA399903R0200 :50 4.70
,,,,, 0.394 in | BAM2  1SNA206351R1600
2 End sections 0.098 in Grey[J: FED5.1.3L “1SNA290311R0600
3 Jumper bars 24 A Orange[]: BJDL5-2 “1SNA291102R2300
BJDL5-3 £ 1SNA291103R2400
: BJDL5-4 : 1SNA291104R2500
p BJDL5-5  1SNA291105R2600
,,,,, 10 poles : BJDLE-10 : 1SNA291110R2600 :
4 Test plugs DIA 2 mm 0.079 in Bleck ll: FC2.MC “1SNA107239R0300
5 Shield connectors : OBD5.2L : 1SNA291077R2400
6 Terminal block markers Blank card White[J: RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground spring terminal blocks

Description : Color Type : Order code :Pkg : Weight
: : iay : (1poe) 9

Ground Green-yellow [W: D2.5/5.1.P.3L : 1SNA399072R0300 : : 50 11.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA399072R0300
www.abb.com/productdetails/1SNA231000R0700
www.abb.com/productdetails/1SNA291077R2400
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA291110R2600
www.abb.com/productdetails/1SNA291105R2600
www.abb.com/productdetails/1SNA291104R2500
www.abb.com/productdetails/1SNA291103R2400
www.abb.com/productdetails/1SNA291102R2300
www.abb.com/productdetails/1SNA290311R0600
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA400219R1100
www.abb.com/productdetails/1SNA399260R2000
www.abb.com/productdetails/1SNA399067R0600
www.abb.com/productdetails/1SNA399068R1700

D2.5/5.1.4L spring terminal blocks
Feed-through with 4 connections - 5 mm 0.797 in spacing

D2.5/5.1.4L

LI 565 2.22"

5 mm 0.797 in spacing

- 49 1.92"

18NC162021F0014

Description
— Easy to access thanks to its front

wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,
— Numerous built-in functions: clearly visible top marker, test sockets, etc.

Ordering details

Description Color Type Order code
Feed-through 4 connections Gey C.D26bIAL 1SNA399071R0200
,,,,,,,,,,,,,, - 1SNA399070R1500
Orange [ D2.5/5.1.4L . 1SNA399270R2200

Main technical data

Mounting instructions

Connecting capacity IEC UL CSA Rail — TH 35-7.5,
wr TH 35-15
1conductor  Rigid - Solid / Stranded : 0.12-4 mm?  :26-12AWG  :26-14AWG Wire stripping | == 9.5mm
perclamp  Flexible o i01225mMm length =+ 037in
_ Tool Flat screwdriver
............. H @ i 03.5mm
: @0.138in

Protection i P20

iNEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

i RoHS  USRCNR i CSA

GostR @

Accessories

Description : Color i Type i Order code
1 End stops 9mm 0.354 in Grey[J: BADL 1SNA399903R0200
,,,,, iomm 0.394n “BAMD " 1SNA206351R1600 :
2 End sections 25mm  0.098in Grey[]: FED5.I.3L © 1SNA290311R0600
3" Test plugs DIA 2 mm 0.079 in Biackll: FC2.MC 18NA107239R0300
4 Shield connectors :CBD5.2L : 1SNA291077R2400
5 Terminal block markers Blank card White[; RC510 : 1SNA231000R0700

Complete list of accessories is indicated in the terminal

| block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground spring terminal blocks

Description : Color Type : Order code iPkg : Weight
: : y i (1pce) 9

Ground Green-yellow [: D2.5/5.1.P4L : 1SNA399073R0400 : 50 12.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA399073R0400
www.abb.com/productdetails/1SNA231000R0700
www.abb.com/productdetails/1SNA291077R2400
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA290311R0600
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA399270R2200
www.abb.com/productdetails/1SNA399070R1500
www.abb.com/productdetails/1SNA399071R0200

D4/6.2L spring t
Feed-through wi

1SNC162036F0014

D4/6.2L

62.5 2.46"

1 s 38 1.50"

6 mm 0.236 in spacing
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erminal blocks
th 2 connections - 6 mm 0.236 in spacing

Description

— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,
— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc,

— Functional through ergonomic design (alignment).

Ordering details

Description %Color %Order code %Pkg Weight
: : : gy i (pce) g
Feed-through ~ 2connectons @~ Grey [(J:D462L 1SNA290061R0700
: 1SNA290063R0100 :
“ 1SNA290062R0000
 1SNA290067R0500 °
,,,,,,,,, . 1SNA290064R0200 :
: 1SNA290066R0400 :
Main technical data Mounting instructions
Connecting capacity {IEC iuL CSA Rail — TH 35-7.5,
: ; r TH 35-15
1 conductor  Rigid - Solid/ S . Wire stripping ;== 11 mm
per clamp F . length — 0.43in
..... Tool Flat screwdriver
; @ @4 mm
: @0.157in

Protection : IP20 : NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com

‘RoHS! M | @ | T |

i RoHS [ USRCNR: GCSA : GostR :

Accessories

Description i Color i Type : Order code

1 End stops 9gmm 0.354in Grey[]: BADL 1SNA399903R0200
,,,,, i0mm " 0.3947n : “BAMD - 1SNA206351R1600
2 End sections 25mm  0.098in Grey[J: FED5.2L : 1SNA291061R2400 :
3 Jumper bars 32A i Orange[: BJDL6-2 : 1SNA291128R2400 :
: : BJDL6-3 : 1SNA291129R2500 :
: BJDL6-4 : 1SNA291194R1700 :
,,,,, : : BJDLE-5 : 1SNA291195R1000 :
4 Cross spacing 5mm0.200in-6mm0.236in :  Orange["]: BJDPL5.6-2 : 1SNA291150R0600 :
jumpers 6mm0.236in-8mm0.3151n : BJDPL6.8-2 : 1SNA291170R0200 :
6mm 0.236in - 10 mm 0.400in : : BJDPL6.10-2 : 1SNA291482R1000 :
,,,,, 6mm 0.236in - 12mm 0.473n “BJDPL6. 192 1SNA399613R0600
5 Circuit separators 2.5 mm  0.098 in i Orange[TJ: SCD5.2L © 1SNA291352R0400 :
6 Test plugs DIA 2 mm 0.079 i T Bkl FCONIC  {SNA107239R0300
7 Terminal block markers Blank card ¢ white[J: RC610 : 1SNA233000R0100

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground spring terminal blocks

Description : Color Type : Order code :Pkg : Weight
: : iqy : (1poe) 9

Ground Green-yellow [ D4/6.P.2L : 1SNA290069R1700 : i50 ¢ 12,00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA290069R1700
www.abb.com/productdetails/1SNA233000R0100
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA291352R0400
www.abb.com/productdetails/1SNA399613R0600
www.abb.com/productdetails/1SNA291482R1000
www.abb.com/productdetails/1SNA291170R0200
www.abb.com/productdetails/1SNA291150R0600
www.abb.com/productdetails/1SNA291195R1000
www.abb.com/productdetails/1SNA291194R1700
www.abb.com/productdetails/1SNA291129R2500
www.abb.com/productdetails/1SNA291128R2400
www.abb.com/productdetails/1SNA291061R2400
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA290066R0400
www.abb.com/productdetails/1SNA290064R0200
www.abb.com/productdetails/1SNA290067R0500
www.abb.com/productdetails/1SNA290062R0000
www.abb.com/productdetails/1SNA290063R0100
www.abb.com/productdetails/1SNA290061R0700

D4/6.3L spring terminal blocks
Feed-through with 3 connections - 6 mm 0.236 in spacing

D4/6.3L

78.5 3.09"

6 mm 0.236 in spacing

1387 1.52"

Y a0 15

1272 1.07"

1SNC162065F0014

Description
Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,
— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc,

Functional through ergonomic design (alignment).

Ordering details

Description : Color : Order code iPkg i Weight
? : _(ipcg g

Feed-through ~ 3connectons ~ : ~ Gey[:D463L 1SNA290405R0600 12,00
......... . 1SNA290407R0000 ; Li 1200

: 1SNA290406R0700 : 12.00

Main technical data

Mounting instructions

Connecting capacity IEC uL CSA Rail —r TH 35-7.5,
o TH 35-15
1 conductor Wire stripping =4: 11 mm
per clamp ~ length 043in
Tool Flat screwdriver
........... : @ ; @4mm
: : @0.157in

25A/T0AWG : 25A/ 10 AWG

Protection i NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

i RoHS {USRCNR: GCSA | GostR i

Accessories

Description : Color i Type i Order code

1 End stops 9mm 0.354 in Grey[J: BADL 1SNA399903R0200
,,,,, iomm 0.394n “BAMD - 15NA206351R 1600
2 End sections 25mm  0.098in Grey[]: FED6.3L : 1SNA291694R2400
3 Jumper bars 32A Orange[]: BJDL6-2 : 1SNA291128R2400 :
: BJDL6-3 : 1SNA291129R2500 :
“BJDLE4 “15NA291194R1700
,,,,, 5 poles : BJDL6-5 : 1SNA291195R1000 :
4 Cross spacing 5mm 0.200 in - 6 mm 0.236 in Orange []: BJDPL5.6-2 : 1SNA291150R0600 :
jumpers 6mm 0.236in - 8 mm 0.375in : BJDPL6.8-2 : 1SNA291170R0200 :
6 mm 0.236 in - 10 mm 0.400 in : : BJDPL6.10-2 : 1SNA291482R1000 :
,,,,, 6mm 0.236 in - 12 mm 0.473in “BJDPLE.12-2 " 1SNA399613R0600 :
5 Test plugs DIA 2 mm 0.079 in i Blackill: FC2MC © 1SNA107239R0300
6 Terminal block markers Blank card White[J: RC610 : 1SNA233000R0100 :

Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground spring terminal blocks

Description : Color Type : Order code iPkg : Weight
: : y :(ipce) 9
Ground Green-yellow [l: D4/6.P.3L : 1SNA290409R1200 : 50 11.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA290409R1200
www.abb.com/productdetails/1SNA233000R0100
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA399613R0600
www.abb.com/productdetails/1SNA291482R1000
www.abb.com/productdetails/1SNA291170R0200
www.abb.com/productdetails/1SNA291150R0600
www.abb.com/productdetails/1SNA291195R1000
www.abb.com/productdetails/1SNA291194R1700
www.abb.com/productdetails/1SNA291129R2500
www.abb.com/productdetails/1SNA291128R2400
www.abb.com/productdetails/1SNA291694R2400
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA290406R0700
www.abb.com/productdetails/1SNA290407R0000
www.abb.com/productdetails/1SNA290405R0600

D4/6.4L spring terminal blocks
Feed-through with 4 connections - 6 mm 0.236 in spacing

D4/6.4L

945 3.72"

6 mm 0.236 in spacing

1
3 4
5 6 g

1‘&:’: 47.3 1.86"

I 387 1.52"

1272 1.07"

18NC162014F0014

Description

— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,
— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc,

— Functional through ergonomic design (alignment).

Ordering details

Description %Color %Order code %Pkg Weight
: : : gty i (ipce) 9
Feed-through ~ 4connectons @ Gy [J:D464L 1SNA290410R0600 50

. 1SNA290412R2400 {50

: 15NA290411R2300 : :50

Main technical data Mounting instructions

Connecting capacity IEC UL CSA Rail TH 35-7.5,
TH 35-15

g

wr
.. Wire stripping ?‘:‘ 11 mm
0.43in

1 conductor
per clamp

length

Flat screwdriver
@4 mm
@0.157in

. Tool

Protection :IP20 : NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http:/www.abb.com

i RoHS [ USRCNR i GCSA i GostR

Accessories

Description i Color i Type : Order code

1 End stops 9mm 0.354in Grey[[J: BADL 1SNA399903R0200
,,,,, i0mm " 0.3947n : “BAMD - 1SNA206351R1600
2 End sections 25mm  0.098in Grey[]: FED6.4L : 1SNA291696R2600
3 Jumper bars 32A i Orange[]: BJDL6-2 : 1SNA291128R2400 :
: : BJDL6-3 : 1SNA291129R2500 :
: BJDL6-4 : 1SNA291194R1700 :
,,,,, : : BJDLE-5 : 1SNA291195R1000 :
4 Cross spacing 5mm0.200in-6mm0.236in :  Orange["]: BJDPL5.6-2 : 1SNA291150R0600 :
jumpers 6mm0.238in-8mm0.315in : : BJDPL6.8-2 : 1SNA291170R0200 :
6mm 0.236in - 10 mm 0.400in : : BJDPL6.10-2 : 1SNA291482R1000 :
,,,,, 6mm 0.236in - 12mm 0.473n “BJDPL6. 192 1SNA399613R0600
5 Test plugs DIA2mm 0.079 in i Blackill: FC2MC © 1SNA107239R0300 :
6 Terminal block markers Blank card White[J: RC610 : 1SNA233000R0100 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground spring terminal blocks

Description : Color Type : Order code :Pkg : Weight
: : iqy : (1poe) 9

Ground Green-yellow [M: D4/6.PAL : 1SNA290414R2600 : (50 @ 14.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA290414R2600
www.abb.com/productdetails/1SNA233000R0100
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA399613R0600
www.abb.com/productdetails/1SNA291482R1000
www.abb.com/productdetails/1SNA291170R0200
www.abb.com/productdetails/1SNA291150R0600
www.abb.com/productdetails/1SNA291195R1000
www.abb.com/productdetails/1SNA291194R1700
www.abb.com/productdetails/1SNA291129R2500
www.abb.com/productdetails/1SNA291128R2400
www.abb.com/productdetails/1SNA291696R2600
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA290411R2300
www.abb.com/productdetails/1SNA290412R2400
www.abb.com/productdetails/1SNA290410R0600

D6/8.2L spring terminal blocks
Feed-through with 2 connections - 8 mm 0.375 in spacing

Description

Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,
— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc,
Functional through ergonomic design (alignment).

Ordering details

z Description : Color {Type : Order code :Pkg | Weight
% Feed-through ~ 2connectons @~ Gey[:D6@B2L 1SNA290081R2400
g ... Bue[l:DeBN2L : 1SNA290083R2600 :
: ' 1SNA290082R2500 :
 1SNA290087R2200 :
......... ¢ 1SNA290084R2700 :
: 1SNA290086R2100 :
D6/8.2L
Main technical data Mounting instructions
Connecting capacity {IEC iuL CSA Ralil — TH 35-7.5,
: o TH 35-15
1conductor ~ RIgid - Solid / otranded : 0.0-1Umm?  : 22-6 AWG 1220 AVG Wire stripping | == 13 mm
perclamp  Flexble 05 BmMMZ length - 0.53in
o vithnsubtedferule Tool % Flat srewclver
B Gauge D e H H ©5.5mm
] : 202170

40A/8AWG :40A/8ANG

8 mm 0.375 in spacing

Protection : IP20 i NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is @ mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

‘RoHS Mw ! @ @ €63 !

i RoHS {USRCNR: CSA | GostR :

Accessories

Description : Color i Type i Order code

1 End stops 9mm 0.354 in Grey[J: BADL 1SNA399903R0200
..... omm 0,394 n : BAM2 T 1SNA206351R1600 :
2 End sections 25mm  0.098in Grey[]: FED8.2L £ 1SNA291161R2500
3" Jumper bars TR | Orange[[1: BJDLS-2 T1SNA291122R 1600
: : BJDL8-3 : 1SNA291123R1700 :
‘Blbie-4 “1SNA291144R2400
,,,,, 5 poles :BJDL8-5 - 1SNA291145R2500
4 Cross spacing 5mm0.200in -8 mm 0.375in :  Orange[[]: BJDPL5.8-2 : 1SNA291160R0000 :
/aﬂ jumpers 6 mm 0.238in - 8 mm 0.375in : : BJDPL6.8-2 : 1SNA291170R0200 :
5 6 & 8mm 0.315in - 10 mm 0.400n BIDPL810-2 T 1SNA2G1484R1200
5 Testplugs DIA2 mm 0.079 in Black ll: FC2.MC : 1SNA107239R0300 :
6 Terminal block markers Blank card White[J: RC810 : 1SNA234000R0200 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

<

&

5

Ground spring terminal blocks g
Description : Color Type : Order code iPkg : Weight %
: : y :(poe) 9 &

Ground Green-yellow [l: D6/8.P.2L : 1SNA290089R0400 : (50 16.00 é

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA290089R0400
www.abb.com/productdetails/1SNA234000R0200
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA291484R1200
www.abb.com/productdetails/1SNA291170R0200
www.abb.com/productdetails/1SNA291160R0000
www.abb.com/productdetails/1SNA291145R2500
www.abb.com/productdetails/1SNA291144R2400
www.abb.com/productdetails/1SNA291123R1700
www.abb.com/productdetails/1SNA291122R1600
www.abb.com/productdetails/1SNA291161R2500
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA290086R2100
www.abb.com/productdetails/1SNA290084R2700
www.abb.com/productdetails/1SNA290087R2200
www.abb.com/productdetails/1SNA290082R2500
www.abb.com/productdetails/1SNA290083R2600
www.abb.com/productdetails/1SNA290081R2400

D6/8.3L spring terminal blocks
Feed-through with 3 connections - 8 mm 0.375 in spacing

D6/8.3L

LS 455 1.79'

H 52.5 2.06"

8 mm 0.375 in spacing

1
3 4
5 6 ,99

s 38 149"

1SNC162055F0014

Description

— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,
— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc,

— Functional through ergonomic design (alignment).

Ordering details

Description %Color %Order code %Pkg Weight
: : : gty i (1pce) 9
Feed-through ~ 3connectons ~ : ~ Gey[J:D6BIL 1SNA290418R0200 30

. 1SNA290419R0300 30

: 1SNA290420R0000 : 30

Main technical data Mounting instructions

Connecting capacity IEC UL CSA Rail TH 35-7.5,
TH 35-15

g

wr
.. Wire stripping ?‘:‘ 13 mm
0.51in

1 conductor
per clamp

length

Flat screwdriver
@5.5mm
@0.217in

. Tool

Protection :IP20 : NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http:/www.abb.com

i RoHS [ USRCNR i GCSA i GostR

Accessories

Description i Color i Type : Order code iPkg : Weight

: : : : faty ! (1poe) 9

1 End stops 9mm 0.354in Grey[J: BADL 1SNA399903R0200 i 50 4.70
,,,,, i0mm " 0.3947n : “BAMD - 1SNA206351R1600
2 End sections 25mm  0.098in Grey[]: FED8.3L £ 1SNA291711R2400
..... .. Orange[]: - 1SNA291713R2600 :
3 Jumper bars AA Orange[[]: BJDL8-2 : 1SNA291122R1600 :
i : BJDLS-3 : 1SNA291123R1700 :
i BJDL8-4 - 1SNA291144R2400 :
,,,,, :BJDL8-5 : 1SNA291145R2500
4 Cross spacing 5mm0.200in-8mm0.375in :  Orange[]: BJDPL5.8-2 : 1SNA291160R0000 :
jumpers 6mm0.236in-8mm 0.315in : : BJDPL6.8-2 : 1SNA291170R0200 :
,,,,, 8mm 0.375n - 10 mm 0.400n “BJDPL8.100 T 1SNA291484R1200
5 Test plugs DIA2mm 0.079 in i Blackill: FC2MC © 1SNA107239R0300 :
6  Terminal block markers Blank card White[ ]: RC810 : 1SNA234000R0200 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground spring terminal blocks

Description : Color Type : Order code :Pkg : Weight
: : iay : (1poe) 9

Ground Green-yellow [ D6/8.P.3L : 1SNA290422R2600 : (30 @ 2080

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA290422R2600
www.abb.com/productdetails/1SNA234000R0200
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA291484R1200
www.abb.com/productdetails/1SNA291170R0200
www.abb.com/productdetails/1SNA291160R0000
www.abb.com/productdetails/1SNA291145R2500
www.abb.com/productdetails/1SNA291144R2400
www.abb.com/productdetails/1SNA291123R1700
www.abb.com/productdetails/1SNA291122R1600
www.abb.com/productdetails/1SNA291713R2600
www.abb.com/productdetails/1SNA291711R2400
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA290420R0000
www.abb.com/productdetails/1SNA290419R0300
www.abb.com/productdetails/1SNA290418R0200

D10/10.1.2L spring terminal blocks
Feed-through with 2 connections - 10 mm 0.394 in spacing

D10/10.1.2L

77.5 3.05"

10 mm 0.394 in spacing

J 427 1.68"

s 502 1.98"

1SNC162039F0014

Description
— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,
— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc,

— Functional through ergonomic design (alignment).

Ordering details

Description Color Type Order code { Pkg Weight
: : i (1pce) 9

Feed-through 2 connections Grey [J:D10A012L 1SNA290301R1500 11.00
......... : 1SNA290303R1700 : )

: 1SNA290302R1600 : (25 11.00

Main technical data

Mounting instructions

Connecting capacity IEC iuL CSA Rail — TH 35-7.5,
: o TH 35-15
1 conductor  Rigid - Solid / Stranded : 0.5-16 mm? 1 20-6AWG  © 206AWG Wire stripping 12mm
per clamp length =”‘:’ 047in
Tool Flat screwdriver
: ©@0217in

50A/6AWG :50A/6ANG

ted voltage
Impulse withstand voltage
Protection

i NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

i RoHS  USRCNR i cCSAus | GostR i

Accessories

Description : Color i Type i Order code

1 End stops 9mm 0.354 in Grey[J: BADL 1SNA399903R0200
,,,,, iomm 0.394n “BAMD - 15NA206351R 1600
2 End sections 25mm  0.098in Grey[1: FED10.2L : 1SNA291461R2200
3 Jumper bars _B7TA Orange[]: BJDL1.10.2 : 1SNA291472R2500 :
i BJDL1.10.3 : 1SNA291474R2700 :
‘BUDLT. 104 TSNA291476R2100
,,,,, 5 poles ; :BJDL1.10-5 ¢ 1SNA291478R0300 :
4 Cross spacing 5mm 0.200 in - 10 mm 0.400in :  Orange[[]: BJDPL5.10-2 : 1SNA291480R2200 :
jumpers 6 mm 0.236 in - 10 mm 0.400 in : : BJDPL6.10-2 : 1SNA291482R1000 :
,,,,, 8mm0.315in - 10 mm 0.400 in “BJDPLB.10-2 " TSNA291484R1200 :
5 Testplugs DIA2 mm 0.079 in i Backll: FC2.MC : 1SNA107239R0300
6 Terminal block markers Blank card White[J: RC1010 : 1SNA238000R1600 :

Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground spring terminal blocks

Description : Color Type : Order code iPkg : Weight
: : y :(ipce) 9
Ground Green-yellow [ D10/10.1.P2L  : 1SNA290309R2500 : :25 28.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA290309R2500
www.abb.com/productdetails/1SNA238000R1600
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA291484R1200
www.abb.com/productdetails/1SNA291482R1000
www.abb.com/productdetails/1SNA291480R2200
www.abb.com/productdetails/1SNA291478R0300
www.abb.com/productdetails/1SNA291476R2100
www.abb.com/productdetails/1SNA291474R2700
www.abb.com/productdetails/1SNA291472R2500
www.abb.com/productdetails/1SNA291461R2200
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA290302R1600
www.abb.com/productdetails/1SNA290303R1700
www.abb.com/productdetails/1SNA290301R1500

D10/10.3L spring terminal blocks
Feed-through with 3 connections - 10 mm 0.394 in spacing

Description

— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,
— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc,

— Functional through ergonomic design (alignment).

£ Ordering details
g Description %Color %Order code %Pkg Weight
S f ‘ ‘ fay f(ipee) 9
- Feed-through ~ 3connectons ~ :  Grey (J:D1O/103L 1SNA290423R2700 25
,,,,,,,,, : 1SNA290424R2000 : 25 i 3528
D10/10.3L £ 1SNA290425R2100 )
Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail TH 35-7.5,
) 101.5 3.99' TH35-15

1 conductor
per clamp

f===AN 1]

@: length
EJU ! %

|

L\-ﬁ 67.5 2.65"

Flat screwdriver
@5.5mm
@0.217in

. Tool

g

wr
.. Wire stripping ?‘:‘ 12 mm
047in

425 1.67"

J 50 1.96"

10 mm 0.394 in spacing

Protection :IP20 : NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http:/www.abb.com

i RoHS [ USRCNR i GCSA i GostR

Accessories

Description i Color i Type : Order code iPkg : Weight
: : : : : i (1pce) 9
L 1 End stops 9mm 0.354in Grey[[J: BADL 1SNA399903R0200 4.70
,,,,, i0mm " 0.3947n : “BAMD “15NA206351R1600 :
2 End sections 25mm  0.098in Grey[J: FED10.3L © 1SNA291731R2000
3 Jumper bars 57 A i Orange[[J: BJDL1.10.2 : 1SNA291472R2500 :
3 4 H i BJDL1.10.3 : 1SNA291474R2700 :
i BJDL1.10.4 : 1SNA291476R2100 :
,,,,, : :BJDL1.10-5 : 1SNA291478R0300 :
4 Cross spacing 5mm 0.200in - 10 mm 0.400in :  Orange["]: BJDPL5.10-2 : 1SNA291480R2200 :
/ap jumpers 6mm0.236in-10mm 0.400in : : BJDPL6.10-2 : 1SNA291482R1000 :
5 6 g 8 mm 0.375in - 10 mm 0.400n “BJDPL8.100 T 1SNA291484R1200 -
5 Test plugs DIA2mm 0.079 in Bleck ll: FC2.MC : 1SNA107239R0300
6 Terminal block markers Blank card White[J: RG1010 : 1SNA238000R1600 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground spring terminal blocks

Description : Color Type : Order code :Pkg : Weight
: : iay : (1poe) 9

Ground Green-yellow [l: D10/10.P.3L : 1SNA290427R2300 : i25 1 40.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA290427R2300
www.abb.com/productdetails/1SNA238000R1600
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA291484R1200
www.abb.com/productdetails/1SNA291482R1000
www.abb.com/productdetails/1SNA291480R2200
www.abb.com/productdetails/1SNA291478R0300
www.abb.com/productdetails/1SNA291476R2100
www.abb.com/productdetails/1SNA291474R2700
www.abb.com/productdetails/1SNA291472R2500
www.abb.com/productdetails/1SNA291731R2000
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA290425R2100
www.abb.com/productdetails/1SNA290424R2000
www.abb.com/productdetails/1SNA290423R2700

D16/12.2L spring terminal blocks

Feed-through with 2 connections - 12 mm 0.472 in spacing

Description

Easy to access thanks to its front wiring entry,
— Clamping contact pressure non dependent on the operator and automatic creeping compensation,

— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc,

Ordering details

Functional through ergonomic design (alignment).

1SNC162076F0014

D16/12.2L Black

W D16/12.2L

: 1SNA400180R0700 :

: 1SNA400179R1100 :

: 1SNA400178R1000 :

Description i Color i Type i Order code i Pkg | Weight

: : : i (1pce) 9

Feed-through 2 connections 2L 1SNA399681R2700 ¢ 125 i 27.00
Blue [ :D16/12.N.2L ¢ 1SNA399582R2000 :

Main technical data

Mounting instructions

93 3.66"

Connecting capacity IEC iuL CSA Rail — TH 35-7.5,
% o TH 35-15
1 conductor  Rigid - Solid / Stranded : 0. 20-6AWG Wire stripping =4: 19 mm
perclamp  Flexble 05 AGMME length 0.78in
Tool Flat screwdriver
- 2 oesmm
: : @0.256in

S 585 2.30"
+r 51 201"

12 mm 0.472 in spacing

Protection 20

i NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

i RoHS {USRCNR: CSA | GostR :
Accessories
Description : Color i Type i Order code
1 1 End stops 9mm 0.354 in Grey[J: BADL 1SNA399903R0200
..... 10 mm 0.3%4 in : BAM2 i 1SNA206351R1600 :
2 End sections 25mm  0.098in Grey[]: FED12.2L © 1SNA399571R0400
3 Jumper bars 2poles  76A i Onange[]: BJDL12-2 ¢ 1SNA399563R0400
3 4 4 Cross spacing jumpers 6 mm 0.236in - 12mm 0.473in i Orange[[]: BJDPL6.12-2 : 1SNA399613R0600 :
5 Testplugs DIA2 mm 0.079 in i Backll: FC2.MC : 1SNA107239R0300
6 Terminal block markers Blank card White[J: RC1010 : 1SNA238000R1600 :
Complete list of accessories is indicated in the terminal block datasheet.
5 E 6 ﬂ/a a’ Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground spring terminal blocks

Description : Color Type : Order code iPkg : Weight
: : y i (1pce) 9
Ground Green-yellow [l D16/12.P.2L ¢ 1SNA399584R2200 : 25 56.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA399584R2200
www.abb.com/productdetails/1SNA238000R1600
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA399613R0600
www.abb.com/productdetails/1SNA399563R0400
www.abb.com/productdetails/1SNA399571R0400
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA400178R1000
www.abb.com/productdetails/1SNA400179R1100
www.abb.com/productdetails/1SNA400180R0700
www.abb.com/productdetails/1SNA399582R2000
www.abb.com/productdetails/1SNA399581R2700

D16/12.3L spring terminal blocks
Feed-through with 3 connections - 12 mm 0.472 in spacing

Description

— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,
— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc,

— Functional through ergonomic design (alignment).

Ordering details

g Description i Color i Order code i Pkg i Weight
g : : : iqy : (1poe) 9
- Feed-through ~ 3connectons ~ :  Grey (J:D16/128L 1SNA290428R0400 10
S BuweLIiDIB/M2NSL - 1SNA290429R0500 : 10 8500
: 1SNA290430R0200 : 10
D16/12.3L Main technical data Mounting instructions

Connecting capacity IEC UL CSA Rail TH 35-7.5,

TH35-15

g

wr
.. Wire stripping ?‘:‘ 19 mm
0.78in

1 conductor
per clamp

106.5 4.19"

length

Flat screwdriver
@6.5mm
@0.256 in

. Tool

s 51 201"

12 mm 0.472 in spacing

Protection :IP20 : NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http:/www.abb.com

i RoHS [ USRCNR i GCSA i GostR

Accessories

Description i Color i Type : Order code iPkg : Weight
: : : : : gy (ipeg @
1 End stops 9mm 0.354in Grey[[J: BADL 1SNA399903R0200 ] 4.70
9 Nd 10mm 03940 ; “BAM2 - 1SNA206351R1600
2 End sections 25mm  0.098in Grey[: FED12.3L : 1SNA291721R2600
3 Jumper bars 2poles  76A i Orange[J: BJDL12-2 ¢ 1SNA399563R0400
3 4 4 Cross spacing jumpers 6 mm 0.236in - 12 mm 0.473in i Orange[]: BJDPL6.12-2  : 1SNA399613R0600 :
5 Test plugs DIA2 mm 0.079 in Bleck ll: FC2.MC : 1SNA107239R0300
6 Terminal block markers Blank card White[J: RG1010 : 1SNA238000R1600 :
Complete list of accessories is indicated in the terminal block datasheet.
5 ! 5 ,gﬂ’ Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground spring terminal blocks

Description : Color Type : Order code :Pkg : Weight
: : iay : (1poe) 9

Ground Green-yellow [W: D16/12.P.3L : 1SNA290432R2000 : (10 ¢ 72.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA290432R2000
www.abb.com/productdetails/1SNA238000R1600
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA399613R0600
www.abb.com/productdetails/1SNA399563R0400
www.abb.com/productdetails/1SNA291721R2600
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA290430R0200
www.abb.com/productdetails/1SNA290429R0500
www.abb.com/productdetails/1SNA290428R0400

D35/16.2L spring terminal blocks

Feed-through with 2 connections - 16 mm 0.630 in spacing

Description

Easy to access thanks to its front wiring entry,
— Clamping contact pressure non dependent on the operator and automatic creeping compensation,

— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc,

Functional through ergonomic design (alignment).

a
< . Ordering details
T = “ g Description %Color iType %Order code ‘Pkg Weight
5 f f ‘ (ipcg g
3 l % Feed-through ~ 2connectons @~ Gey [C:D35/162L 1SNA399617R0200 ¢ 10 i 95,00
! LTS S Buel :D3EN2L - 1SNA399618R1300 :
N — TSNA4O0183R2600
- 1SNA400182R2200
D35/16.2L : 1SNA400181R2400
Main technical data Mounting instructions
Connecting capacity IEC iuL CSA Rail — TH 35-7.5,
116 4.57" : L= TH 35-15
1conductor ~ Rigid - Solid/ Stranded : 2.5-60mm2 {1 14-2AWG ¢ Wire stripping 26 mm
o perclamp ~ Flexble 2580 MM length =4:’ 1.020n
N
Y
8 WiInSURIEATRITUIE | L b Tool Flat screwdriver
R . U - L S : @ : @6.5mm
: © 00.256in

16 mm 0.630 in spacing

Protection 20

i NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

i RoHS : USRCNR :

Accessories

Description : Color i Type i Order code
! 2 1 End stops 12mm 04720 Grey (. BADH 1SNAT16900R2700
2 Jumper bars 2poles  115A Orange []: BJDL16-2 : 1SNA399621R0600 :
3 Test plugs DIA 2 mm 0.079 in Black ll: FG2.MC : 1SNA107239R0300
4 Terminal block markers White []: RC1010 : 1SNA238000R1600 :
3 4 /n’agn Complete list of accessories is indicated in the terminal block datasheet.

Ground spring terminal blocks

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Description : Color Type : Order code iPkg : Weight
: : y i (1pce) 9
Ground Green-yellow [ D35/16.P.2L : 1SNA399620R1100 : :10 120.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA399620R1100
www.abb.com/productdetails/1SNA238000R1600
www.abb.com/productdetails/1SNA107239R0300
www.abb.com/productdetails/1SNA399621R0600
www.abb.com/productdetails/1SNA116900R2700
www.abb.com/productdetails/1SNA400181R2400
www.abb.com/productdetails/1SNA400182R2200
www.abb.com/productdetails/1SNA400183R2600
www.abb.com/productdetails/1SNA399618R1300
www.abb.com/productdetails/1SNA399617R0200

D2.5/5.P.2L spring terminal blocks
Ground with 2 connections - 5 mm 0.797 in spacing

Description

Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,
— Rail contact non operator dependent,

— Performances above the requirements of IEC 60947-7-2 terminal block standard,

Secure snap on or remove from the rail.

Ordering details

. Description i Color {Type  Order code ‘Pkg | Weight
5 : § gy (lpog) 9
8 Ground Screwless rail connection: Green-yellow [ : D2.5/5.P2L : 1SNA290029R0700 : i50 9.00
2 Main technical data Mounting instructions
Connecting capacity {IEC UL CSA Rail — TH 35-7.5,
: r TH 35-15
1 conductor Rigid - Solid / Strand 26-12 AWG 26-12 AWG Wire stripping | === 9.5mm
...... I
per clamp Flexible length 0.37in
D2.5/5.P.2L S e 2o T e
. Tool Flat screwariver
............. : @ 03.5mm
..... ‘ 20.138in
= E 5
sl s
A ] H H H H
:I The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com
. . . RoHs M. @ & R
! : © RoHS : USRCNR : GCSA ! GostR

5 mm 0.797 in spacing

Accessories

Description i Color i Type i Order code
1 1 End stops 9gmm 0.354in Grey[[J: BADL 1SNA399903R0200
..... 10 mm 0.394 in ; : BAM2 : 1SNA206351R1600 :
2 End sections 2.5mm 0.098in Grey[]: FED5.2L : 1SNA291061R2400 :
3 Circuit separators 2.5mm  0.098 in ¢ Orange[[]: SCD5.2L : 1SNA291352R0400 :
3 4 Terminal block markers Blank card White[ ]: RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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www.abb.com/productdetails/1SNA231000R0700
www.abb.com/productdetails/1SNA291352R0400
www.abb.com/productdetails/1SNA291061R2400
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA290029R0700

D2.5/5.P.3L spring terminal blocks
Ground with 3 connections - 5 mm 0.797 in spacing

Description

— Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,
— Rail contact non operator dependent,

— Performances above the requirements of IEC 60947-7-2 terminal block standard,

— Secure snap on or remove from the rail.

Ordering details

5 Description : Color Type : Order code : Pkg : Weight 3
8 : : iay ¢ (1pce) 9
% Ground Screwless rail connection: Green-yelow [ : D2.5/5.P.3L : 1SNA290039R0100 : i50 ¢ 11.00
Main technical data Mounting instructions
Connecting capacity : iuL CSA Ralil — TH 35-7.5,
D2.5/5.P.3L ; r TH 35-15
1 conductor  Rigid - Solid / Stranded : 0.12-4 mm? _ : 26 I2AWG | 26:12AWG - Wire stripping | == 9.5 mm
per clamp Flexble ~~~~:012-25mm2 : length 0.37in
..... Tool Flat screwdriver
............. : @ ; ©35mm
RIB i 00.1381n
“3’. B e bbb
9| )

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is @ mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

‘ROHS . M @ | €3 |

i RoHS {USRCNR: CSA | GostR :

5 mm 0.797 in spacing

Accessories

Description i Color i Type i Order code
1 1 End stops 9 mm 0.354in Grey[: BADL 1SNA399903R0200
..... 10 mm 0.394 in ; : BAM2 i 1SNA206351R1600 :
2 End sections 25mm  0.098in Grey[]: FED5.3L : 1SNA291051R2200 :
3 Circuit separators 2.5mm  0.098in : Orange[[]: SCD5.3L : 1SNA291362R0600 :
3 4 Terminal block markers Blank card White[ ]; RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

1SNC16205850201 - Rev. A

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D2.5/5.P.4L spring terminal blocks
Ground with 4 connections - 5 mm 0.797 in spacing

Description

Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,
— Rail contact non operator dependent,

— Performances above the requirements of IEC 60947-7-2 terminal block standard,

Secure snap on or remove from the rail.

z Ordering details
% Description i Color {Type  Order code ‘Pkg | Weight
5 : § foty | (ipee) 9
2 Ground Screwless rail connection: Green-yellow [ : D2.5/5.P4L : 1SNA290019R0500 : i50 1 12.00
Main technical data Mounting instructions
Connecting capacity {IEC UL CSA Rail — TH 35-7.5,
s r TH 35-15
1conductor  Rigid - Solid/ Stranded : 0.12-4 mm> ¢ 26:12AWG  26:12AWG  Wire stripping | == : 9.5 mm
per clamp Flexble 01225 mm2 : length 0.37in
x|+ _ Tool @ Flat screwdriver
RIB : 03.5mm
alg i 20.138in
9/

5 mm 0.797 in spacing

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com

‘ROHS M @ @ 63 |

i RoHS {USRCNR: GCSA : GostR :

Accessories

Description i Color i Type i Order code
1 1 End stops 9gmm 0.354in Grey[[J: BADL 1SNA399903R0200
,,,,, iomm0.3940n : “BAM2 “1SNA206351R1600 :
o 'End'sections  25mm  0.098in T Grey [ FEDB AL - 1SNA291041R2000
3 Gircuit separators 25mm  0.098in i Orange[[]: SCD5.4L : 1SNA291372R0000 :
3 4 Terminal block markers Blank card White[J: RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D2.5/5.1.P.3L spring terminal blocks
Ground with 3 connections - 5 mm 0.797 in spacing

D2.5/5.1.P.3L

55 2.16"

5 mm 0.797 in spacing

L 565 2.22"

- 49 1.92"

1SNC162105F0014

Description

— Performances above the requirements of IEC 60947-7-2 terminal block standard,

Ordering details

Secure snap on or remove from the rail.

Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,
— Rail contact non operator dependent,

Description i Color i Type i Order code : iPkg i Weight
aty (1pce) 9
Ground Screwless rail connection: Green-yellow [l D2.5/5.1.P.3L 1SNA399072R0300 50 11.00
Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail — TH 35-7.5,
o TH 35-15
1 conductor Rigid - Solid / Stranded : 0.12-4 mm? 26-12 AWG 26-14 AWG Wire stripping ;== 9.5mm
per clamp Flexible 10.12-2.5 mm? length - 0.371in
ith non insulated ferrule :
insulated ferrule Tool @ Flat screwdriver
....... ge @3.5mm
@0.138in
Rated cross section 12 AWG 14 AWG
Rated short-time withstand current (1s)
Protection NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is @ mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

i GostR

i RoHS  USRCNR: CSA

Accessories

Description : Color i Type i Order code
1 End stops 9mm 0.354in Grey[[]: BADL 1SNA399903R0200
,,,,,, 10mm  0.394in BAM2 1SNA206351R1600
2 End sections 2.5mm 0.098 in Grey []: FED5.1.3L 1SNA290311R0600
3 Terminal block markers Blank card White [J: RC510 1SNA231000R0700

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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D2.5/5.1.P.4L spring terminal blocks
Ground with 4 connections - 5 mm 0.797 in spacing

Description

Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,
— Rail contact non operator dependent,

— Performances above the requirements of IEC 60947-7-2 terminal block standard,

Secure snap on or remove from the rail.

Ordering details

Description i Color {Type  Order code ‘Pkg | Weight
z : : iqy i (pce) 9
g Ground Screwless rail connection: Green-yellow [: D2.5/5.1.P4L : 1SNA399073R0400 : i50 1 12.00
5 Main technical data Mounting instructions
. Connecting capacity {IEC UL CSA Rail — TH 35-7.5,

s r TH 35-15
1conductor  Rigid - Solid/ Stranded : 0.12-4 mm? - 26:12AWG  26-14AWG  Wire stripping | = : 9.5 mm
per clamp Flexble 01225 mm2 : length 0.37in
D2.5/5.1.P.4L ~ Tool @ Flat screwdriver
............. : 03.5mm
..... : ?0.138in

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com

‘ROHS M @ @ 63 |

i RoHS {USRCNR: GCSA : GostR :

LI 565 2.22"
1 49 1.92

5 mm 0.797 in spacing

Accessories

Description i Color i Type i Order code
1 1 End stops 9gmm 0.354in Grey[[J: BADL 1SNA399903R0200
..... 10 mm 0.39%4in ; i BAM2 : 1SNA206351R1600 :
2 End sections 2.5mm 0.098 in Grey[]: FEDS5.I.3L : 1SNA290311R0600 :
) 3 Terminal block markers Blank card White[J: RC510 . 1SNA231000R0700
3 ,’aﬁ’ Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D4/6.P.2L spring terminal blocks
Ground with 2 connections - 6 mm 0.236 in spacing

D4/6.P.2L

625 2.46"

6 mm 0.236 in spacing

- 38 1.50"

1SNC162020F0014

Description

— Rail contact non operator dependent,

Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,

— Performances above the requirements of IEC 60947-7-2 terminal block standard,

Secure shap on or remove from the rail.

Ordering details

Description i Color Type : Order code :Pkg | Weight

: : iqty i (1pce) 9
Ground Screwless rail connection: Green-yellow [ : D4/6.P.2L : 1SNA290069R1700 : : 50 12.00
Main technical data Mounting instructions
Connecting capacity iuL CSA Rail — TH 35-7.5,

% o TH 35-15
1conductor  Rigid - Solid/ Stranded : 0.2-6mm? ‘24 JOAWG | 124-10AWG  Wire stripping | == 11 mm
per clamp Flexble ~~:024mm2 o length 0.43in
..... Tool Flat screwdriver
............. : @ ; 04mm
H @0.157 in

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is @ mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

‘RoHS M. @ 63 |

i RoHS {USRCNR: CSA | GostR :

Accessories

Description i Color i Type i Order code
1 End stops 9mm 0.354in Grey[[]: BADL 1SNA399903R0200
,,,,, iomm0.3940n “BAM2 “15NA206351R1600
2 'End'sections  25mm  0.098in Grey £/ FEDB.2L ~15NA291061R2400 -
3 Circuit separators 25mm  0.098 in Orange []: SCD5.2L : 1SNA291352R0400
4 Terminal block markers Blank card White[ ]: RC610 : 1SNA233000R0100 :

Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D4/6.P.3L spring terminal blocks
Ground with 3 connections - 6 mm 0.236 in spacing

D4/6.P.3L

78.5 3.09"

I 387 1.52"

H 39.3 1.54"

6 mm 0.236 in spacing

1 r27.2 1.07"

1SNC162018F0014

Description

— Rail contact non operator dependent,

Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,

— Performances above the requirements of IEC 60947-7-2 terminal block standard,

Secure snap on or remove from the rail.

Ordering details

Description i Color {Type  Order code ‘Pkg | Weight
: : iqty i (1pce) 9
Ground Screwless rail connection: Green-yellow [ : D4/6.P.3L : 1SNA290409R1200 : : 50 11.00
Main technical data Mounting instructions
Connecting capacity {IEC UL CSA Rail — TH 35-7.5,
: r TH 35-15
1conductor  Rigid - Solid/ Stranded : 0.2-6 mme ¢ 24-10AWG  :24-10AWG Wire stripping  ; == : 11 mm
per clamp Flexble ~ :024mm2 length 0.43in
. Tool Flat screwariver
............. @ @4mm
..... : @0.157in

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com

‘ROHS M @ @ 63 |

i RoHS {USRCNR: GCSA : GostR :

Accessories

Description i Color i Type i Order code
1 End stops 9gmm 0.354in Grey[[J: BADL 1SNA399903R0200
,,,,, 10mm 03940 “BAM2 “15NA206351R1600
2 End sections 25mm 0.098in Grey[J: FEDB.5L “15NA291694R2400
3 Terminal block markers Blank card White[]: RC610 : 1SNA233000R0100 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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D4/6.P.4L spring terminal blocks
Ground with 4 connections - 6 mm 0.236 in spacing

D4/6.P.4L

H 47.3 1.86"

6 mm 0.236 in spacing

LS 387 1.52"

272 1.07"

1SNC162056F0014

Description

— Rail contact non operator dependent,

Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,

— Performances above the requirements of IEC 60947-7-2 terminal block standard,

Secure shap on or remove from the rail.

Ordering details

Description i Color Type : Order code :Pkg | Weight

: : iqty i (1pce) 9
Ground Screwless rail connection: Green-yellow [ : D4/6.P.AL : 1SNA290414R2600 : : 50 14.00
Main technical data Mounting instructions
Connecting capacity iuL CSA Rail — TH 35-7.5,

% o TH 35-15
1conductor  Rigid - Solid/ Stranded : 0.2-6mm? ‘24 JOAWG | 124-10AWG  Wire stripping | == 11 mm
per clamp Flexble ~~:024mm2 o length 0.43in
..... Tool Flat screwdriver
............. : @ ; 04mm
H @0.157 in

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is @ mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

‘RoHS M. @ 63 |

i RoHS {USRCNR: CSA | GostR :

Accessories

Description i Color i Type i Order code
1 End stops 9mm 0.354in Grey[[]: BADL 1SNA399903R0200
,,,,, 10mm  0.3940n “BAM2 “1SNA206351R1600
2 _End sections 25mm_0.098in Grey[1: FED6.AL : 1SNA291696R2600
3 Terminal block markers Blank card White[]; RC610 : 1SNA233000R0100 :

Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D6/8.P.2L spring terminal blocks
Ground with 2 connections - 8 mm 0.3175 in spacing

Description

Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,
— Rail contact non operator dependent,

— Performances above the requirements of IEC 60947-7-2 terminal block standard,

Secure snap on or remove from the rail.

Ordering details

. Description i Color {Type  Order code ‘Pkg | Weight
3 : : iqty i (1pce) 9
g Ground Screwless rail connection: Green-yellow [ : D6/8.P2L : 1SNA290089R0400 : i50 @ 16.00
2 Main technical data Mounting instructions
Connecting capacity {IEC UL CSA Rail — TH 35-7.5,
: r TH 35-15
1conductor  Rigid - Solid/ Stranded : 0.5-10 mm> ¢ 28ANG | 228ANG Wire stripping  : === : 12.5mm
: L .
per clamp Flexible length 0.49in
D6/8.P.2L FIBXIOWS e BT I e
. Tool Flat screwariver
............. @ @5.5mm
..... : @0217in

+ s 38 1.50"

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com

‘ROHS M @ @ 63 |

i RoHS {USRCNR: GCSA : GostR :

8 mm 0.375 in spacing

Accessories

Description i Color i Type i Order code
1 1 End stops 9gmm 0.354in Grey[[J: BADL 1SNA399903R0200
..... 10 mm 0.3%4 in : : BAM2 : 1SNA206351R1600 :
2 End sections 25mm  0.098in Grey[]: FED8.2L : 15NA291161R2500 :
) 3 Terminal block markers Blank card . Wwhite[]: RC810 : 1SNA234000R0200
3 ,’aﬁ’ Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D6/8.P.3L spring terminal blocks
Ground with 3 connections - 8 mm 0.315 in spacing

D6/8.P.3L

52.5 2.06"

8 mm 0.375 in spacing

1 38 1.49"

1SNC162018F0014

Description

— Rail contact non operator dependent,

Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,

— Performances above the requirements of IEC 60947-7-2 terminal block standard,

Secure shap on or remove from the rail.

Ordering details

Description i Color Type : Order code :Pkg | Weight

: : iqty i (1pce) 9
Ground Screwless rail connection: Green-yellow [ : D6/8.P.3L : 1SNA290422R2600 : : 30 20.80
Main technical data Mounting instructions
Connecting capacity iuL CSA Rail — TH 35-7.5,

% o TH 35-15
1 conductor  Rigid - Solid/ Stranded : 0.5-10 mm? ‘20 -BANG | 1228AWG Wire stripping  ; == : 11 mm
per clamp Flexble ~:056mm2 o length 0.42in
..... Tool Flat screwdriver
............. H @ H ©5.5mm
H @0.217in

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is @ mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

‘RoHS M. @ 63 |

i RoHS {USRCNR: CSA | GostR :

Accessories

Description i Color i Type i Order code
1 End stops 9mm 0.354in Grey[[]: BADL 1SNA399903R0200
,,,,, 10mm  0.3940n “BAM2 “1SNA206351R1600
2 End sections 25mm 0.098in Grey (] FED8.3L “1SNA291711R2400
3 Terminal block markers Blank card White[]; RC810 : 1SNA234000R0200 :

Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D10/10.1.P.2L spring terminal blocks
Ground with 2 connections - 10 mm 0.394 in spacing

Description

— Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,
— Rail contact non operator dependent,

— Performances above the requirements of IEC 60947-7-2 terminal block standard,

— Secure snap on or remove from the rail.

Ordering details

. Description i Color {Type  Order code ‘Pkg | Weight
g : : iqty i (1pce) 9
2 Ground Screwless rail connection: Green-yellow [: D10/10.1.P.2L : 1SNA290309R2500 : :25 & 28.00
5
g Main technical data Mounting instructions
Connecting capacity {IEC UL CSA Rail — TH 35-7.5,
: r TH 35-15
1conductor  Rigid - Solid/ Stranded : 0.5-16 mm? ¢ 206ANG | 20:6AWG Wire stripping  ; === : 12 mm
per clamp Flexible S0 mme length 0.47in
. Tool Flat screwariver
wla ; @ @5.5mm
?:‘3_ § ..... i @0.217 in
A )
10 mm 0.394 in spacing The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.

All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com

‘ROHS | M & @ 63 |

i RoHS i USRCNR i cCSAus i GostR :

Accessories

Description i Color i Type i Order code
1 1 End stops 9gmm 0.354in Grey[[J: BADL 1SNA399903R0200
,,,,, iomm0.3940n : “BAM2 “1SNA206351R 1600
o 'End'sections  25mm  0.098in T ey FED1021 “1SNA291461R2200 -
3 Jumper bars 2poles  57A i Orange[T: BJDL1.10.2 : 1SNA291472R2500
3 4 ,g'a’ 4 Terminal block markers Blank card ¢ Whie[ ] RC1010 : 1SNA238000R1600

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D10/10.P.3L spring terminal blocks
Ground with 3 connections - 10 mm 0.394 in spacing

D10/10.P.3L

101.5 3.99"

U\_‘;r 67.5 2.65"

10 mm 0.394 in spacing

1425 1.67"

1SNC162053F0014

Description

— Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,
— Rail contact non operator dependent,
— Performances above the requirements of IEC 60947-7-2 terminal block standard,
— Secure snap on or remove from the rail.

Ordering details

Description i Color Type : Order code ‘Pkg i Weight
aty (1pce) 9
Ground Screwless rail connection: Green-yellow [l : D10/10.P.3L 1SNA290427R2300 25 40.00
Main technical data Mounting instructions
Connecting capacity iuL CSA Rail — TH 35-7.5,
% o TH 35-15
1 conductor  Rigid - Solid / Stranded : 0.5-16 mm® _ : 20 GAWG | 1228AWG Wire stripping  ; == : 12 mm
per clamp Flexble ~~:05610mm2 length 0.47in
..... Tool Flat screwdriver

............. ; @ i 055mm

H @0.217in

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is @ mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

RoHs W @ @ @3

: RoHS : USR

CSA i GostR :

Accessories

Description : Color i Type i Order code
1 End stops 9mm 0.354in Grey[[]: BADL 1SNA399903R0200
,,,,, iomm0.3940n “BAM2 “15NA206351R1600
2 'End'sections  25mm  0.098in Grey (3¢ FED10.31 “15NA291731R2000
3 Jumper bars 2poles  57A Orange [ BJDL1.10.2 : 1SNA291472R2500
4 Terminal block markers Blank card White[ ]: RC1010 : 1SNA238000R1600 :

Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D16/12.P.2L spring terminal blocks
Ground with 2 connections - 12 mm 0.472 in spacing

Description

— Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,
— Rail contact non operator dependent,

— Performances above the requirements of IEC 60947-7-2 terminal block standard,

— Secure snap on or remove from the rail.

Ordering details

g Description : Color Type  Order code ‘Pkg | Weight
g § § ‘ay i (1pce) 9
8 Ground Screwless rail connection: Green-yellow [: D16/12.P2L : 1SNA399584R2200 : i25 1 56.00
Main technical data Mounting instructions
Connecting capacity {IEC UL CSA Rail — TH 35-7.5,
s r TH 35-15
1 conductor  Rigid - Solid / Stranded : 0.5-25 mm? __ : 206AWG | 204ANG Wire stripping  ; == : 19 mm
per clamp Flexible SO mME length 0.73in
_ Tool Flat screwdriver
............. : @ 06.5mm
Y ‘ ?0.256in
3l =
3§
3| 5
9/ )
The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
12 mm 0.472 in spacing All other daxta are prow(xied as suppx\ememary \[wformahon ?n\y. For moxre details, please consult our CB, L,JL or CSA tfertmcates axnd technice}l datasheetxavailab\e orxm http://w,abb.com
‘RoHS = @ = €3
i RoHS {USRCNR: CSA | GostR i

Accessories

Description i Color i Type i Order code
1 1 End stops 9gmm 0.354in Grey[[J: BADL 1SNA399903R0200
..... 10 mm 0.394 in ; : BAM2 : 1SNA206351R1600 :
2 End sections 2.5mm 0.098in Grey[]: FED12.2L : 1SNA399571R0400 :
3 Jumper bars 2poles  76A : Orange[]: BJDL12-2 : 1SNA399563R0400 :
3 4 ’ﬂ'a’ 4 Terminal block markers Blank card White[_J: RC1010 : 1SNA238000R1600 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D16/12.P.3L spring terminal blocks
Ground with 3 connections - 12 mm 0.472 in spacing

Description

— Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,
— Rail contact non operator dependent,

— Performances above the requirements of IEC 60947-7-2 terminal block standard,

— Secure snap on or remove from the rail.

Ordering details

< Description i Color EType %Order code : Pkg i Weight 3
g : : iqty i (1pce) 9

s Ground Screwless rail connection: Green-yellow [ : D16/12.P.3L : 1SNA290432R2000 : i10 ¢ 72.00

5

g Main technical data Mounting instructions

D16/12.P.3L Connecting capacity iuL CSA Rail — TH35-7.5,
% Ld TH 35-15
1conductor  Rigid - Solid / Stranded © 0.5-25mme : 20-4A0G Wire stripping  ; == : 19 mm
per clamp Flexble e ORTIGIME length 0.72in
1065 4.19" i
,,,,, Tool Flat screwdriver

............. H @ i ©6.5mm

‘ 20.256 in

51 2071"

2 36.5 1.43"

12 mm 0.472 in spacing : : : : :
The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is @ mandatory information required by IEC, UL and CSA standards.

All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

'RoHS | e &
: RoHS H CSA ¢ GostR

Accessories

Description i Color i Type i Order code
1 1 End stops 9mm 0.354in Grey[[]: BADL 1SNA399903R0200
y Y 10 mm 0.394 in : : BAM2 : 1SNA206351R1600 :

2 End sections 2.5mm 0.098 in Grey[]: FED12.3L : 1SNA291721R2600 :
3 Jumper bars 2poles 76 A i Omange[: BJDL12-2 : 1SNA399563R0400

3 4 ,ga’ 4 Terminal block markers Blank card ¢ White[]: RC1010 . 1SNA238000R1600
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

1SNC162069S0201 - Rev. A

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.

ABB SNA series - Terminal blocks | 121


www.abb.com/productdetails/1SNA238000R1600
www.abb.com/productdetails/1SNA399563R0400
www.abb.com/productdetails/1SNA291721R2600
www.abb.com/productdetails/1SNA206351R1600
www.abb.com/productdetails/1SNA399903R0200
www.abb.com/productdetails/1SNA290432R2000

D35/16.P.2L spring terminal blocks
Ground with 2 connections - 16 mm 0.630 in spacing

Description

Improve the safety of your installation in the event of a short-circuit thanks to our screwless rail contact,
— Rail contact non operator dependent,

— Performances above the requirements of IEC 60947-7-2 terminal block standard,

Secure snap on or remove from the rail.

Ordering details

e Description i Color Type { Order code : {Pkg | Weight
8 aty : (1pce) 9
% Ground Screwless rail connection: Green-yellow [l D35/16.P.2L 1SNA399620R1100 10 120.00
) Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail — TH 35-7.5,
D35/16.P.2L vr TH 35-15
1 conductor 25-50mm? oo Wire stripping  ; === 26 mm
perclamp  Flexble ~~~:i253mm? i length — 1.02in
116 4.57" Fit "
Tool at screwdriver
............. @ @ 6'5 mm
Qe @0.256in
o
]
NEVAT
16 mm 0.630 in spacing The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datashest available on http://www.abb.com
. RoWs. e
i RoHS H i GostR :
Accessories
Description i Color i Type i Order code
2 1 End stops 2mm _ 0472in Grey[]' BADH 1SNA116900R2700
2 Jumper bars opoles 115A Orange [ J: BJDL16-2 15NA399621R0600
3 Terminal block markers Blank card White[J: RC1010 1SNA238000R1600

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D2.5/5.D2.L spring terminal blocks
Double deck - 5 mm 0.797 in spacing

Description

— Save space with double deck terminal block in just 5 mm 0.797 in spacing,
— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,

Ordering details

— Numerous built-in functions: jumper system, clearly visible top marker, test sockets, etc.

18NC162015F0014

. Main technical data

D2.5/5.D2.L

@3.5mm

Description Color Type Order code Pkg Weight
i : iay ¢ (1pce) 9
Feed-through 2 feed-through circuits, 5/6.02. 1SNA290161R0000 50 i 13.00
4 connections : Buue [ : D2.5/5.02.N.L 1SNA290163R0200 50 13.00
Mounting instructions
Connecting capacity IEC UL CSA Rail — TH 35-7.5,
o TH 35-15
1 conductor Rigid - Solid / Stranded : 0.12-4 mm? 26-12 AWG 26-12 AWG Wire stripping | o= 9.5mm
per clamp Flexble ~~:01226mm? : oo length +—+ 0370
Tool Flat screwdriver
@

1S 64 252"
1 r 56.5 222"

Impu
Protection

AWG " 20 A/ 12 AWG

@0.138in

5 mm 0.797 in spacing

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.

All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

‘RoHS M € @ 63 !

i RoHS : USRCNR i cCSAus : GostR :

Notes

Mounting of the inner deck jumper bar between decks (ITVE.L).

Accessories

Description i Color i Type i Order code

! 1_End stops 2mm 04720 Grey[J: BADH 1SNAT16900R2700
2 End sections 2.5mm 0.098in Grey[]: FEDS.D.L : 1SNA291441R2600 :
3 Jumper bars 2poles 24 A Orange[[: BJDL5-2 : 1SNA291102R2300
: BJDL5-3 : 1SNA291103R2400
3 4 :BJDL5-4 : 1SNA291104R2500 :
:BJDL5-5 : 1SNA291105R2600 :
,,,,, 10 poles _BJDLs10 “15NA291110R2600
4 Test plugs DIA2 mm 0.079 in Black ll: FG2.MC : 1SNA107239R0300
AT 5 Inner deck jumper bars IMVEL : 1SNA291349R1100
5 6 Ua 6 Terminal block markers Blank card White[]: RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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D2.5/5.T3.L spring terminal blocks
Triple deck - 5 mm 0.797 in spacing

Description

— Save space with triple deck terminal block in just 5 mm 0.797 in spacing,

— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,
— Numerous built-in functions: jumper system, clearly visible top marker, test sockets, etc.

Ordering details

Description i Color {Type  Order code ‘Pkg | Weight
z : : iay P (ipee) 9
% Feed-through 3 feed-through circuits, Grey [J:D2.5/5.T3.L 1SNA290456R0000 25 20.20
] 6 connections
B Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail — TH 35-7.5,
\ i TH35-15
0 1 conductor Rigid - Solid / Stranded : 0.14-4 mm? 24-14 AWG 24-14 AWG  Wire stripping ﬁ 9.5mm
per clamp length 0.37in
D2.5/5.T3.L h
with insulated ferrule . Tool @) Flat screwdriver
............. @ 35 mm
........... @0.138in
92,5 3.64”
i Raedvoltage RN T ey
SIS EEE IR
o3| @ [TPLISE Withstall
| Protection : IP20 i NEMA 1 : :
] ; The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.

Al other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

i RoHS [ USRCNR : CSA { GostR @
5 mm 0.797 in spacing
Accessories
Description i Color i Type i Order code
1 _End stops 12mm  0472in Grey[J: BADH 1SNA116900R2700
2 End sections 25mm 0.098in o Greyl | FED5.TSL - 1SNA291817R1700
3 Jumper bars 2 poles 24 A i Orange[[: BJDL5-2 : 1SNA291102R2300 :
: . BJDL5-3 - 1SNA291103R2400 :
i BJDL5-4 - 1SNA291104R2500
: BJDL5-5 : 1SNA291105R2600 :
,,,,, ; - BJDL5-10 “1SNA291110R2600
4 Test plugs DIA2mm 0.079 in Bleck ll: FC2.MC : 1SNA107239R0300
5 Terminal block markers Blank card White[J: RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground spring terminal blocks

Description : Color Type : Order code :Pkg : Weight
: : iqy : (1poe) 9

Ground Green-yelow [ D2.5/6.T1.PL i 1SNA290459R1300 : (25 1 2580

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D2.5/5.T3.P.L spring terminal blocks
Triple deck + ground - 5 mm 0.797 in spacing

Description

— Save space with triple deck terminal block in just 5 mm 0.797 in spacing,

— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,
— Numerous built-in functions: jumper system, clearly visible top marker, test sockets, etc.

Ordering details

. Description : Color {Type : Order code :Pkg | Weight 3
g : : iy (tpce) @
2 Feed-through + 3 feed-through circuits Grey,  iD2.5/6.T3.PL : 1SNA290468R1200 : (26 1 2440
£ ground +1 ground, i Green-Yelow : :
& 7 connections i
Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail — TH 35-7.5,
: : v TH 35-15
D2.5/5.T3.P.L 1 conductor  Rigid - Solid / Strande 24-14 AWG  Wire stripping =4:P 9.5 mm
perclamp  Flexble 01426 mmE length 0.371in
Tool Flat screwdriver
1035 407" Gauge g : @ { @35mm
: © ©0.138in
™| ™
55
] :I Protection
The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.

Vv All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

‘ RoHs: 4 = @ @ €5 !
[ A [T PO RO 0] H i RoMS | USR i GCSA i GostR :

5 mm 0.797 in spacing

Accessories

Description i Color i Type i Order code

1 End stops 12mm  0.472in Grey[]: BADH 1SNA116900R2700
2 End sections 25mm  0.098in : Grey["]: FED5.T3.P.L : 1SNA291818R2000 :
3 Jumper bars 2poles  24A i Orange[T: BJDL5-2 : 1SNA291102R2300
: : BJDL5-3 : 1SNA291103R2400 :
i BJDL5-4 : 1SNA291104R2500 :
:BJDL5-5 : 1SNA291105R2600 :
..... 10 poles : BJDL5-10 : 1SNA291110R2600 :
4 Testplugs DIA2 mm 0.079 in i Backll: FC2.MC : 1SNA107239R0300
5 Terminal block markers Blank card White[J: RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

1SNC16202550201 - Rev. A

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D2.5/5.T1.L spring terminal blocks
Triple deck - 5 mm 0.797 in spacing

Description

Save space with triple deck terminal block in just 5 mm 0.797 in spacing,

— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,
— Numerous built-in functions: jumper system, clearly visible top marker, test sockets, etc.

Ordering details

Description i Color {Type  Order code ‘Pkg | Weight
z : : iqy : (1poe) 9
g Feed-through 1 feed-through circuit, Black IM: D2.5/5.T1.L 1SNA290457R0100 25 21.60
g 6 connections
?  Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail — TH 35-7.5,
v TH 35-15
1 conductor Rigid - Solid / Stranded : 0.14-4 mm? 24-14 AWG 24-14 AWG  Wire stripping ﬁ 9.5mm
per clamp length 0.37in
D2.5/5.T1.L h
with insulated ferrule . Tool @) Flat screwdriver
............. @ 35 mm
@0.138in
02,5 364" e
O T S e T
om| M UEERINNOYY
| ™
R|§  Protecton {20 CNEMA 1 . .
] :] The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
Al other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
‘RoHS: M = @ @ 63 | ' ' ' ' ' ' '
i RoHS [ USRCNR: GCSA | GostR

5 mm 0.797 in spacing

Accessories
Description i Color i Type : Order code iPkg : Weight
: : : : faty {(1pce) 9

1 End stops 12 mm 0.472in Grey[[]: BADH 1SNA116900R2700

2 End sections 2.5mm 0.098 in ; Grey[[]: FED5.T3.L : 1SNA291817R1700 :

R 51k " Grangel]: BIDLS-2 TSNA2Y1102R2300

: BJDL5-3 : 1SNA291103R2400 :
3 4 : BJDL5-4 : 1SNA291104R2500 :
: BJDL5-5 : 1SNA291105R2600 :
,,,,, : : BJDLE-10 : 1SNA291110R2600 :
4 Test plugs DIA 2 mm 0.079 in T Beck il FCOMC “15NA107239R0300
/'ﬁ’ 5 Terminal block markers Blank card White[ ]: RC510 : 1SNA231000R0700 :
5 ’a Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Ground spring terminal blocks

Description : Color Type : Order code :Pkg : Weight
: : iqy : (1poe) 9

Ground Green-yelow [ D2.5/6.T1.PL i 1SNA290459R1300 : (25 1 2580

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D2.5/5.T1.P.L spring terminal blocks
Ground with 7 connections - 5 mm 0.797 in spacing

Description

— Save space with triple terminal block in just 5 mm 0.797 in spacing,

— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation.

Ordering details

Description i Color Type Order code Pkg Weight
. : : iay  : (1pce) 9
g Ground Screwless rail connection: Green-yellow [ : D2.5/5.T1.PL : 1SNA290459R1300 : i25 1 2580
§ Main technical data Mounting instructions
8 Connecting capacity IEC iuL CSA Rail — TH 35-7.5,
: o TH 35-15
1 conductor Rigid - Solid / Stranded : 0.14-4 mm? 24-14A0WG Wire stripping  ; === : 9.5 mm
perclamp  Flexble o t014-25mmZ i length +—— 0.371in
D2.5/5.T1.P.L -
...... Tool @ Flat screwdriver
............. : ; 035mm
..... : 20.138in
103,5 4.07”
N
| N
| ™ : : : : :
= 2‘ The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
] SQ All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
. Rois WM @ & I
i ROMS | USR | CSA i GostR !
5 mm 0.797 in spacing
Accessories
Description i Color i Type i Order code
! 1 End stops 2mm 04720 Grey[]: BADH 1SNAT16900R2700
2 End sections 2.5mm 0.098in ; Grey[": FEDS.T3.P.L : 1SNA291818R2000 :
3 Testplugs DIA2 mm 0.079 in i Backll: FC2.MC : 1SNA107239R0300
4 Terminal block markers Blank card White[]; RC510 : 1SNA231000R0700 :
3 4 ﬂ’aﬂn Complete list of accessories is indicated in the terminal block datasheet.

Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

1SNC162026S0201 - Rev. A

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D2.5/5.SNBT.2L spring terminal blocks
Disconnect with blade - with test socket - 5 mm 0.797 in spacing

D2.5/5.SNBT.2L

S 61 2.40"
1+ 5352171

5 mm 0.797 in spacing

1SNC162022F0014

S 51.5 2.03"

144 1.73"

Description

— Ease your disconnect operations with the disconnect knife blade operated by hand or with a screwdriver,
— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,

— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc,
Functional through ergonomic design (alignment).

Ordering details

Description %Order code Pkg Weight
: : iqty i (1pce) @
Disconnect 2connections  : Greyorange H:D25/5.SNBT2L 1SNA290041R0300 :
: 1SNA290044R0600 :
: 1SNA290042R0400 :

Main technical data Mounting instructions

Connecting capacity IEC UL CSA Rail —r TH 35-7.5,
o TH 35-15
1conductor  Rigid - Solid / Stranded : 0.12-4 mm? {1 26-12AWG i 26-12AWG  Wire stripping =4‘: 9.5mm
per clamp F ~length 0.37in
. Tool Flat screwdriver
............. @ @3.5mm
..... @0.138in

Protection : IP20

i NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
Al other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

: RoHS :USRCNR : CSA ! GostR :

Accessories

Description i Color i Type : Order code

1 End stops 9mm 0.354in Grey[[J: BADL 1SNA399903R0200
,,,,, i0mm " 0.3947n : “BAMD - 1SNA206351R1600
2 End sections 25mm  0.098in Grey[J: FED5.2L : 1SNA291061R2400 :
3 Jumper bars 24 A i Orange[]: BJDL5-2 : 1SNA291102R2300 :
: : BJDL5-3 : 1SNA291103R2400 :
: BJDL5-4 : 1SNA291104R2500 :
p BJDL5-5  1SNA291105R2600
,,,,, 10 poles : BJDLE-10 : 1SNA291110R2600 :
4 Cross spacing 5mm 0.200 in - 6 mm 0.236 in Orange[[]: BJDPL5.6-2 : 1SNA291150R0600 :
jumpers 5mm0.200in-8mm0.315in : BJDPL5.8-2 : 1SNA291160R0000 :
,,,,, 5mm 0.200in - 10 mm 0.400'n “BJDPLE. 100 1SNA291480R2200
5 Test plugs DIA2mm 0.079 in i Blackill: FC2MC © 1SNA107239R0300 :
6 Shield connectors : CBD5.2L : 1SNA291077R2400 :
7 Terminal block markers Blank card White[J: RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Feed-through spring terminal blocks

Description : Color Type : Order code :Pkg : Weight
: : iay : (1poe) 9

Feed-through Grey [J: D2.5/5.2L : 1SNA290021R2700 : (50 6.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D2.5/5.SNBT.4L spring terminal blocks
Disconnect with blade - with test socket - 5 mm 0.797 in spacing

Description

— Ease your disconnect operations with the disconnect knife blade operated by hand or with a screwdriver,
— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation,

— Numerous built-in functions: double jumper system, clearly visible top marker, test sockets, etc,

. '**-—-'{QI: ¢ ]' 1] . — Functional through ergonomic design (alignment).
w‘i@; 1 I j &  Ordering details 3
™ ‘ 'f‘. A X § Description %Order code %Pkg Weight
1 e ; : : oty (ipoe) g
’ Disconnect 4 connections L 1SNA290131R2200 i 1000
AL : 1SNA290134R2500 :
D2.5/5.SNBT.4L :Orange, orange 5 D2.5/5.SNBT.4L : 1SNA290132R2300 :
Main technical data Mounting instructions
Connecting capacity IEC UL CSA Rail — TH 35-7.5,
80 315" o TH 35-15
T 1 conductor  Rigid - Solid / Stranded : 0.12-4 mm? 26-12AWG  Wire stripping S 95mm
per clamp length 0.37in
R LY
S SR Tool @ Flat screwdriver
o 5% ; ; ©35mm
B 50 : . 001380

5 mm 0.797 in spacing

20 i NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

‘RoHS L@ 6T

i RoHs i oCSAus | GostR i

Protection

Accessories

Description : Color i Type i Order code

f 1 End stops 9mm 0.354in Grey[[]: BADL 1SNA399903R0200
,,,,, iomm 0.394n : “BAMD - 15NA206351R 1600
2 End sections 25mm  0.098in Grey[[]: FED5.4L : 1SNA291041R2000
3" Jumper bars Y | Orange[1: BJDL5-2 T1SNA291102R2300
3 : : BJDL5-3 : 1SNA291108R2400 :
: BJDL5-4 : 1SNA291104R2500 :
: BJDL5-5 : 1SNA291105R2600
,,,,, 10 poles : BJDL5-10 : 1SNA291110R2600
4 Cross spacing 5mm0.200in-6mm0.236in i  Orange[]: BJDPL5.6-2 : 1SNA291150R0600 :
5 jumpers 5mm0.200in-8mm0.315in : : BJDPL5.8-2 : 1SNA291160R0000 :
,,,,, 5mm 0.200in - 10 mm 0.400in “BIDPLE. 102 TSNA291480R2200 :
5 Test plugs DIA 2 mm 0.079 in i Blackill: FC2MC © 1SNA107239R0300
6 Terminal block markers Blank card i Wnite[]: RC510 : 1SNA231000R0700 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

<

&

5

Feed-through spring terminal blocks 3
Description : Color Type : Order code iPkg : Weight %
: : y i (pe) 9 &

Feed-through Grey [J: D2.5/5.4L : 1SNA290011R2500 : (50 800 &

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D2.5/8.SF.2L spring terminal blocks
For 5 x 20 and 5 x 25 fuses - with test socket - 8 mm 0.375 in spacing

D2.5/8.SF.2L

80 3.15"

101 398"
+r 935 3.68"

+ s 53 209"

S 60.5 2.38"

8 mm 0.375 in spacing

1

3

5

7 \Q
9 ,-g’ﬂ’

1SNC162024F0014

Description

— Protect your circuits with 5 x 20 and 5x 25 fuse terminal blocks (fuse not supplied with the terminal blocks),
— Easy to access thanks to its front wiring entry,

— Clamping contact pressure non dependent on the operator and automatic creeping compensation.

Ordering details

Description : Color ‘Type : Order code {Pkg i Weight
: : oy i (ipee 9
Fuse With 2 test sockets ¢ Grey LI D25/8SFT2L 18NA290091R2600 0 . 14.00
DIA2 mm 0.079 in Orange [[]: D2.5/8.SFT.2L 1SNA290092R2700 50 14.00
Main technical data Mounting instructions
Connecting capacity {IEC iUL CSA Rail — TH 35-7.5,
g : r TH 35-15
1 conductor  Rigid - Solid / Stranded 26-12AWG  Wirestripping  ; === : 9.5mm
perclamp  Flexble o i012-205mm2 length 0.371in
‘‘‘‘‘‘‘‘‘‘‘ Tool Flat screwdriver
; @ i ©35mm
; @0.138in

Protection : P20

i NEMA 1

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is @ mandatory information required by IEC, UL and CSA standards
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http:/www.abb.com

i RoHS [ USRCNR: GCSA : GostR :

Accessories

Description i Color i Type : Order code iPkg : Weight
: : : faty ! (1poe) 9

1 End stops 9mm 0.354in Grey[[J: BADL 1SNA399903R0200 :
,,,,, i0mm " 0.3947n “BAMD - 1SNA206351R1600
2 End sections 3mm 0.1181n Grey[]: FEDBSF.2L : 1SNA291131R1700 :
3 Jumper bars 41 A Orange[]: BJDL8-2 : 1SNA291122R1600 :
: BJDL8-3 : 1SNA291123R1700 :
: BJDL8-4 : 1SNA291144R2400 :
,,,,, :BJDL8-5 : 1SNA291145R2500
4 Cross spacing 5mm 0.200 in - 8 mm 0.315 in Orange[[]: BJDPL5.8-2 : 1SNA291160R0000 :
jumpers 6mm 0.236in-8mm 0.315in : BJDPL6.8-2 : 1SNA291170R0200 :
,,,,, 8 mm 0.375in - 10 mm 0.400n “BJDPL8.100 T 1SNA291484R1200 -
5 Test plugs DIA2mm 0.079 in : Bleck ll: FC2.MC : 1SNA107239R0300
6 Fuses 05A i FU520 : 1SNA008288R1500
1A : 1SNA008290R1300 :
..... 2A § “ 1SNA008291R0000 :
7 Assemblyrods 2 poles _iTGA8 : 1SNA168672R1100 :
3 poles ] : 1SNA168673R1200 :
,,,,, 4 poles : : 1SNA168674R1300 :
8  Spring retaining rings CANT : 1SNA168675R1400 :
9 Terminal block markers Blank card White[J: RC610 : 1SNA233000R0100 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Disconnect spring terminal blocks

Description : Color Type : Order code :Pkg : Weight
: : iay : (1poe) 9

Disconnect Grey, blue B D2.5/8.SNT.2L  : 1SNA290097R2400 : ;50 15.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D2.5/8.SF.2L spring terminal blocks
For 5 x 20 and 5 x 25 fuses - with blown fuse indicator and test
sockets - 8 mm 0.375 in spacing

c 25 mm2 Description
W.I% g/"r ~~~~~~~~~~~ e — Protect your circuits with 5 x 20 and 5x 25 fuse terminal blocks (fuse not delivered with the terminal blocks),
/5 12 AWG i — Quickly identify the defective circuit thanks to the blown fuse indicator,

— Easy to access thanks to the front wiring entry,
Clamping contact pressure non dependent on the operator and automatic creeping compensation.

Ordering details

: Description : Color {Type : Order code :Pkg | Weight 3
g : : oty i (tpee) 9
8 Fuse With blown fuse indicator by: Grey [ i D2.5/8.SFLT.2L 1SNA290093R2000 i50 ¢ 15.00
9] neon lamp 110-230VAC : : :
? and 2 test sockets
DIAZmmMO.079in 5 o ;
With blown fuse indicator by : 1SNA290094R2100 : i50 ¢ 15.00
LED 24 VAC/DC and 2 test H :
D2.5/8.SF.2L sockets DIA2 mm 0.079n :
Main technical data Mounting instructions
Connecting capacity {IEC UL CSA Rail — TH 35-7.5,
s TH 35-15
80 3.15" 1 conductor Rigid - Solid / Stranded : 0.12-4 mm? i 26-12AWG 1 26-12AWG Wire stripping | === 9.5mm
A 130 perclamp  Flexible o i012:25mm? length 0.37in
i 2 | Vihinsuatedfere Tool Flat screwdriver
§ g N ; @ ; ©35mm
=|e 8l : : ©0.138in
28 NS :
A 8| %
90
Protection : ;
The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.

8 mm 0.375 in spacing All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http:/www.abb.com
{ROHS | Mw | @ ; ; ; ; ; ; ; ; ; ;

i RoHS : USRCNR : CSA

Notes
Leakage current: 24 V: < 4.5 mA
110 V: < 0.5 mA
230 V: < 0.7 mA
1
Accessories
Description : Color i Type : Order code
3 4 1 End stops 9mm 0.354in Grey[]: BADL 1SNA399903R0200
..... 10 mm 0.394 in ; : BAM2 i 1SNA206351R1600 :
2 End sections 3mm 0.118in Grey["1: FED8SF.2L : 1SNA291131R1700 :
3 Jumper bars 2 poles 41 A i Orange[T: BJDL8-2 : 1SNA291122R1600 :
: : BJDL8-3 : 1SNA291123R1700 :
5 6 "BiDL8-4 “1SNA2G1144R2400 ¢
,,,,, : i BJDL8-5 i 1SNA291145R2500 :
4 Cross spacing 5mm0.200in-8mm0.315in i  Orange[7]: BJDPL5.8-2 ¢ 1SNA291160R0000 :
jumpers 6mm0.236in -8 mm 0.315in : : BJDPL6.8-2 : 1SNA291170R0200 :
. &? 8 w ,,,,, 8 mm 031510 mm 0,400 n "BIDPLB10 " 1SNA29T484R 1500
5 Test plugs DIA2mm 0.079n ; Black l: FC2.MC : 1SNA107239R0300 :
6 Fuses 05A : ] : 1SNA008288R1500 :
1A : 1SNA008290R1300 :
A L 2A : 1SNA008291R0000 :
9 iﬂ*‘ 7 Assemblyrods 2 poles : 1SNA168672R1100 :
3 poles : ) : 1SNA168673R1200 :
,,,,, 4 poles : 1SNA168674R1300 :
8 Spring retaining rings S ANT : 1SNA168675R1400 :
9 Terminal block markers Blank card { White[J: RC610 : 1SNA233000R0100 : <
Complete list of accessories is indicated in the terminal block datasheet. §
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages. .
o
Disconnect spring terminal blocks g
Description i Color i Type i Order code ‘Pkg ! Weight §
oy i (pee) g
Disconnect Profile aligned with D2.5/8.SF.. Grey, blue B3: D2.5/8.SNT.2L  : 1SNA290097R2400 : 50 : 1500 &

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D2.5/8.SNT.2L spring terminal blocks
Disconnect with lever - 8 mm 0.375 in spacing

Description
Save space with compact overall dimensions terminal blocks,
— Link bar for lever included in terminal block.

Ordering details

Description i Color Type %Order code %Pkg Weight
: : iqty i (1pce) 9
. Disconnect 2 connections Grey, blue i D2.5/8.SNT.2L : 1SNA290097R2400 : i50 ¢ 1500
% Main technical data Mounting instructions
; Connecting capacity IEC UL CSA Rail TH 35-7.5,
2 TH 35-15
1 conductor

per clamp length

L E—

v
.. Wire stripping =4‘:' 9.5mm
0.37in

D2.5/8.SNT.2L . Tool Flat screwdriver
..... 235mm
..... @0.138in
80 3.715

Protection : IP20 i NEMA 1

| |
f 2 k- The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
218 N All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
8 T T T T T T T T T T T T T
A ] ‘RoHS: M | @ : €5
i RoHS {USRONR i CSA | GostR i

8 mm 0.375 in spacing

Accessories

Description i Color i Type : Order code iPkg : Weight
: : : : : gy (ipeg @
1 End stops 9mm 0.354 in Grey[[J: BADL 1SNA399903R0200 : 50 4.70
,,,,, 10mm  0.394in ; - BAM2 - 1SNA206351R1600
2 End sections 3mm 0.1181n Grey[]: FEDBSF.2L : 1SNA291131R1700 :
3 Jumper bars 41A i Orange[: BJDL8-2 : 1SNA291122R1600 :
3 : : BJDL8-3 : 1SNA291123R1700 :
: BJDL8-4 : 1SNA291144R2400 :
,,,,, : : BJDL8-5 : 1SNA291145R2500 :
4 Cross spacing 5mm0.200in-8mm0.315in :  Orange["]: BJDPL5.8-2 : 1SNA291160R0000 :
jumpers 6mm0.236in-8mm0.3151n : BJDPL6.8-2 : 1SNA291170R0200 :
s R 8mm 0.315in - 10mm 0.400in ‘BJDPL8.10-2 " 1SNA291484R1200 :
5 Test plugs DIA2mm 0.079 in Bleck ll: FC2.MC : 1SNA107239R0300
6 Assemblyrods 2 poles : : TGA8 : 1SNA168672R1100 :
3 poles : £ 1SNA168673R1200 :
TN 8 g 4 poles . 1SNA168674R1300 :
7 .. Spring retaining rings i ANT - 1SNA168675R1400
8 Terminal block markers Blank card i ‘White[ ]: RC610 : 1SNA233000R0100

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

Y ’.1% [ Fuse spring terminal blocks

1 L Description : Color ‘ Type : Order code :Pkg | Weight

..................... . : : igy i (1pce) O
i Fuse Grey [J: D2.5/8.SFT.2L i 1SNA290091R2600 : (50 ¢ 14.00

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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SNA series, terminal blocks

Stud technology

Overview 136
Feed-through stud

35 mm2/ 1 AWG D35/27.FF 137
70 mmz2/ 000 AWG D70/32.FF 138
120 mm2 / 300 Kemil D120/42.FF 139
185 mm2 / 500 Kemil D185/55.FF 140
300 mm2/ 1000 Kemil D300/55.FF 141
Feed-through stud and screw clamp

35 mm2/ 1 AWG D35/27.AF 142
70 mm2/ 000 AWG D70/32.AF 143
120 mm2/ 300 AWG D120/42.AF 144
185 mm2/ 500 AWG D185/55.AF 145
Mounting instructions 146
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SNA series, terminal blocks

Stud technology

=]
Celiig. -
Ei\'f“nli_" H"‘i 1 .f"?; el
‘l‘ SN I Ly
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o .E'd‘i% ll R “.'l.:' =
nl SNk b
= r‘. LY =
Feed-through
Section o——o0 0——0
IEC UL/CSA
35 mm?2 1 AWG D35/27.FF 27 mm 1.063 in D35/27.AF 27 mm 1.063 in
70 mmz? 000 AWG D70/32.FF 32 mm 1.260 in D70/32.AF 32 mm 1.260 in
120 mm? 300 Kcmil D120/42.FF 42 mm 1.654 in D120/42.AF 42 mm 1.654 in
185 mm? 500 Kemil D185/55.FF 55 mm 2.165 in D185/55.AF 55 mm 2.165 in
300 mm? 1000 Kemil D300/55.FF 55 mm 2.165 in

B Terminal - Hole for testing or jumpering
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D35/27.FF power terminal blocks
Feed-through - 27 mm 7.062 in spacing

Description
— Rated cross section up to 300 mm?2/ 1000 Kemil, IP20 protection cover,

— Holding foot on DIN 3 rail with two position for easy mounting, lug mounting in accordance with NF C 20-130
and DIN 46234, various marking options, rail or base mounting.

Wt Ordering details
e W Description : Color “Type : Order code :Pkg : Weight
o LI z : : oy (ipeg 9
: " - ) “C9: Feed-through 2 studs M6 without cover Grey []: D35/27.FF : 1SNA190001R2000 : (10 130.00
] ‘P L} @
..‘.‘ X “‘1?‘? - E Main technical data Mounting instructions
o LS | | Connecting capacity i NFC i DIN UL CSA Rail e TH 35-7.5,
e Lugs Rigid - Solid / Stranded : 2.5-35 mm?: 2.5-50 mme: 1 AWG L TH35-15
Flexible : 25-35mm?: 2.5-35 mm?; : Lugs Wrench
D35/27.FF Gauge i C4 Tool 5 © H10mm
:IEC UL CSA Torque C/ 3-6Nm
Screw clamp  Rigid - Solid / Stranded O 26.1-52 Ib.in
113 4.45" Flexible i H H Jumper screw ¢ Allen key
Gauge Tool @ :
] :IEC uL CSA Torque C/ .
% Y Bar B . O i 52-104 b.in
ol o Rated current {125A (1254 ~ Screwclamp :
g Rated cross section : 35 mm2 CTAWG Tool
=7 Ratedvoltage 1000V 600V
14-" Impulse withstand voltage £ 8000V
T 565 2.22" ‘ o ‘ ‘
. e Wire striping
27 mm 1.062 in spacing : : : length : =“:’ :
The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
Al other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
‘ 'ROHS | Mlu = ‘ ‘ ‘ ‘ ‘ ‘ ‘ ‘ ‘
3 RoHS : USR GNR : GostR :
Accessories
Description iColor i Type : Order code
L 2 1 End stops 12mm 0472 Grey[J: BADH 1SNAT16900R2700
2 Jumper bars 2 poles . : i BJS27-2 : 1SNA205772R1300 :
..... 3 poles . : BJS27-3 : 1SNA205773R1400 :
a 3 Splitters For 6.36x0.8mm faston clips and screws : DRF6 : 1SNA205767R1600 :
3 4 \\’ 4 Protecting covers P20 rotating protecting cover Grey[[]: CPUF35 : 1SNA190016R1600 :
W 5 Terminal block markers Blank card © White[ ): RC810 : 1SNA234000R0200 :
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

1SNC165006S0201 - Rev. A

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D70/32.FF power terminal blocks
Feed-through - 32 mm 7.260 in spacing

Description
— Rated cross section up to 300 mm2 / 1000 Kemil, IP20 protection cover,

— Holding foot on DIN 3 rail with two position for easy mounting, lug mounting in accordance with NF C 20-130 and
DIN 46234, various marking options, rail or base mounting.

Ordering details

"a'"‘i; o . Description : Color : Type i Order code iPkg i Weight
LN [FN 3 : : gy (ipee) 9
k.“".'“- I | i é Feed-through 2 studs M8 without cover Grey [ : D70/32.FF : 1SNA190002R2100 : i3 269.00
tsad (M
-l-\'l.i;‘“‘r?' ! = % Main technical data Mounting instructions
n '(.._ - Connecting capacity iNFC__ :DIN uL CSA Rail i TH 35-7.5,
B Lugs Rigid - Solid / Stranded : 6-95 mm? : 6-70 mm2_: 000 AWG v TH 35-15
D70/32.FF gemble g670 mm2 : 6-70 mm? H Lu%fo‘ @ V\{_rﬁr;crl:]nm
auge : 7\ 3
{IEC uL CSA Torque @ . B6-12Nm
140 551° Screw clamp  Rigid - Solid / Stranded . 52-1041b.in
. Flexible : : : . Jumperscrew ¢ : Allen key
2 Gauge Tool @ . 6mm
@‘Vﬁ[‘i v 029600
d EDm ol 5 [IEC UL CSA Torque L B-12Nm
[ A—1 1 3§ Bar , @/ . 52-104lbin
— Bl T 8| Rated current (192A (170A " Soewcamp | ;
EH@FQDE:'DQD@:% 9| ) Rated cross section £ 70 mm? £ 000 ANG Tool
| Rated voltage £1000V 800V
¥ w27 Impulse withstand voltage 8000V : Torque
32 mm 1.260 in spacing - e — ?Q/r:rgelﬁtﬂppmg

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http:/www.abb.com

i RoHS ! USRCNR : i GostR @
Accessories
Description iColor  :Type : Order code
1 2 E 1 _End stops 12mm 04720 Grey . BADH 1SNAT16900R2700
2 Jumper bars 2 poles . : 5 BJS32-2 : 1SNA205774R1500 :
..... 3 poles B : : BJS32-3 : 1SNA205775R1600 :
’ 3 Splitters For 6.36x0.8mm faston clips and screws : : DRF8 : 1SNA205768R2700 :
3 4 \\‘ 4 Protecting covers P20 rotating protecting cover Grey[_J: CPUF70 : 1SNA190017R1700 :
W 5 Terminal block markers Blank card © Whie[_J: RC810 : 1SNA234000R0200 :
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D120/42.FF power terminal blocks
Feed-through - 42 mm 7.653 in spacing

Description
— Rated cross section up to 300 mm?2/ 1000 Kemil, IP20 protection cover,

— Holding foot on DIN 3 rail with two position for easy mounting, lug mounting in accordance with NF C 20-130 and
DIN 46234, various marking options, rail or base mounting.

Ordering details

‘:n'"‘i;-hﬁf . Description %Color %Type %Order code %Pkg Weight
RN 37 8 : : iqy i (ipee) 9
k_ﬁ_l_ i g Feed-through 2 studs M10 without Grey [J: D120/42.FF - 1SNA190003R2200 ‘1 42300
LR SAL K cover : : : : : :
wt RN |
” K no T‘ Main technical data Mounting instructions
o Connecting capacity UL CSA Rail s TH35-7.5,
Lugs Rigid - Solid / Stranded : 6- S00Kemil i o TH35-15
D120/42.FF Flexible £6-120mm? ; I Lugs Wrench

Gauge i 08 Tool . H17mm

Screw clamp  Rigid - Solid / Stranded  :
Flexible : : Jumper screw
Gauge Tool

i 87-1741b.in
; Allen key

140 557" . IEC UL CSA Torque @ 10-20N.m
©
©

: IEC UL CSA Torque
Bar
Rated current {269 A {269A

S 84 331"
s 76 2.99

~ Screw clamp
Rated cross section £ 120 mm? £ 300 Kemil
Rated voltage 1000V :600V

Impulse withstand voltage . 8000V

42 mm 17.653 in spacing  Wire stripping

length

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

"ROHS | Mk | =

i RoHS : USRCNR : i GostR i

Accessories

Description iColor i Type : Order code
L 2 1 End stops i2mm 0472 Grey[J: BADH 1SNAT16900R2700
2 Jumper bars 2 poles . : i BJS42-2 : 1SNA205776R1700 :
..... 3 poles B : : BJS42-3 : 1SNA205777R1000 :
a 3 Splitters For 6.36x0.8mm faston clips and screws : DRF10 : 1SNA205769R2000 :
3 4 \\’ 4 Protecting covers P20 rotating protecting cover Grey[[]: CPUF120 : 1SNA190018R2000 :
W 5 Terminal block markers Blank card © White[ ): RC810 : 1SNA234000R0200 :
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
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All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D185/55.FF power terminal blocks
Feed-through - 55 mm 2.765 in spacing

Description
— Rated cross section up to 300 mmz2 / 1000 Kcmil, IP20 protection cover,

— Holding foot on DIN 3 rail with two position for easy mounting, lug mounting in accordance with NF C 20-130
and DIN 46234, various marking options, rail or base mounting.

o 2
=B 185mm?
== 500 Kemil

Ordering details

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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| . i~ & &3 . Description Color Type Order code Pkg Weight
T [Fe g : : : gy : (ipeg) 9
k-.ﬁ_l 1l I é Feed-through 2 studs M12 without Grey [ i D185/56.FF : 1SNA190004R2300 : i ©615.00
L =l',=§“:b-% N cover : : : :
[ 3] < 8 &
. "l,“ B Main technical data Mounting instructions
n Ty Connecting capacity i NFC : DIN UL CSA Rail Q- TH 35-7.5,
Lugs Rigid - Solid / Stranded : 25-240 mm2: 6-185mm? : 500 Kemil : wr TH 35-15
D185/55.FF Flexible fe18s mmel Lugs Wrench
Gauge £ Ci Tool : @ © H24mm
H TIEC uL CSA Torque D L 5T50Nm
205 Screw clamp _ Rigid - Sofid / Stranded @ L 217-4351bin
nern Flexible 3 ~ Jumperscrew |  Allen key
] Gauge Tool @ i emm
4l - i 028600
38 TIEC UL CSA Torque (J L 6-12Nm
28 Bar © i 52-1041b.in
9/ ) Rated current (353A (3534 _ Screwclmp
Rated cross section : 185 mm? : 500 Kemil Tool @
Rated voltage £ 1000V 600V N B
Impulse withstand voltage :8000V ‘ Torque @
55 mm 2.165 in spacing . mgﬁmpping =":‘
The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com
"ROHS | S | e
¢ RoHS ! USRCNR : i GostR @
Accessories
Description iColor  :Type : Order code
1 2 E 1 _End stops i2mm 04720 Grey . BADH 1SNAT16900R2700
2 Jumper bars 2 poles 5 BJS551-2 : 1SNA205778R2100 :
..... 3 poles . ; : BJS651-3 : 1SNA205779R2200 :
’ 3 Splitters For 6.36x0.8mm faston clips and screws : : DRF12 : 1SNA205770R2500 :
3 4 \\‘ 4 Protecting covers P20 rotating protecting cover Grey[_J: CPUF185 : 1SNA190019R2100 :
W 5 Terminal block markers Blank card White[ ]: RC810 : 1SNA234000R0200 :
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
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D300/55.FF power terminal blocks
Feed-through - 55 mm 2.765 in spacing

Description
— Rated cross section up to 300 mm?2/ 1000 Kemil, IP20 protection cover,

— Holding foot on DIN 3 rail with two position for easy mounting, lug mounting in accordance with NF C 20-130
and DIN 46234, various marking options, rail or base mounting.

Ordering details

‘:n'"‘i;-hﬁf . Description %Color %Type %Order code %Pkg Weight
RN 37 8 : : iqy i (ipee) 9
k_ﬁ_l_ i g Feed-through 2 studs M16 without Grey [1; D300/55.FF © 1SNA190005R2400 11 775.00
LR SAL £ cover : : : : : :
‘l".‘.'.;“t-% ‘ . 5
” K no T‘ Main technical data Mounting instructions
e It Connecting capacity i NFC i DIN UL CSA Rail Q- TH 35-7.5,
Lugs Rigid - Solid / Stranded 1000Kemil: o TH35-15
D300/35.FF Flexible 6-300 mn? ; ; I Lugs Wrench

Gauge ; Tool

: H24 mm

H “IEC uL CSA Torque © 25 50Nm
R 0% Screw clamp  Rigid - Solid / Stranded @ © 217-435bin
72 28 Flexible ‘ : Jumper screw  Allen key
i Gauge Tool : Bmm
ST ﬁv\ e 9 @
B L] BRIk TIEC UL CSA Torque
= A0 | ‘ ©
DD o go Do — g 8 Bar -
o oRo o 3 ] Rated current i520A :460A ~ Screw clamp
:Iq% Rated cross section : 300 mm? £ 1000 Kemil Tool
o= Ol R gl =l - ; :
— 3 Rated voltage 1000V ‘eoy
s Impulse withstand voltage . 8000V ‘ Torque
55 mm 2.165 in spacing Wire stripping
length

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

"ROHS | Mk | =

i RoHS : USRCNR : i GostR i

Accessories

Description iColor i Type : Order code
L 2 1 End stops i2mm 0472 Grey[J: BADH 1SNAT16900R2700
2 Jumper bars 2 poles . : i BJSH51-2 : 1SNA205778R2100 :
..... 3 poles B : : BJS551-3 : 1SNA205779R2200 :
a 3 Splitters For 6.36x0.8mm faston clips and screws : DRF16 £ 1SNA205771R1200 :
3 4 \\’ 4 Protecting covers P20 rotating protecting cover Grey[[]: CPUF185 : 1SNA190019R2100 :
W 5 Terminal block markers Blank card © White[ ): RC810 : 1SNA234000R0200 :
Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.
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All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D35/27.AF power terminal blocks
Feed-through - 27 mm 7.062 in spacing

D35/27.AF

136.5 5.37"

LS 782 307"
707 2.78"

I 90 354"

1825 324"

27 mm 7.062 in spacing

1 2
N
3 4

1SNC165019F0014

Description

— Rated cross section up to 240 mm? / 500 Kcmil, IP20 protection cover,

— Holding foot on DIN 3 rail with two position for easy mounting, lug mounting in accordance with NF C 20-130 and
DIN 46234, various marking options, rail or base mounting.

Ordering details

Description %Color %Type %Order code %Pkg Weight
: : gy (ipee) 9
Feed-through 1 stud M6 + 1 wire-clamp§ Grey |: D35/27.AF 1SNA190006R2500 i 149.00

10
with covers ;

Main technical data Mounting instructions

Connecting capacity NFC DIN UL CSA Rail Q- TH 35-7.5,
Lugs Rigid - Solid / Stranded : 2.5-85mm2 25-50 mmz TAWG &+ r TH 35-15
Flexible [25-35mmei2585mme Lugs Wrench
Gauge ic4 Tool : @ { H10mm
TIEC UL CsA Torgue S AN
Screw clamp Rigid - Solid / Stranded : 2.5-35 mm? 1-12 AWG H O i 26.1-521b.in
Flexible £ 2.5-35 mm? ~ Jumper screw © Allen key
Gauge : Tool @ i emm
9D oamn
{IEC UL CSA Torque ©B8-12Nm
Bar @ | 52-104lb.n
Rated current {125 {130A ~ Screw clamp ¢  Allen key
Rated cross section : 35 mm? CTAWG Tool @ i 5mm
Rated voltage £1000V 600V 501970
Impulse withstand voltage : 8000V ; Torque C/ § 3-6Nm
. : © L 26.1-521bin
" Wirestripping £ 28mm
length i 1.102in

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

{ROHS | s | N

i RoHS ! USRCNR : i GostR
Accessories

Description iColor  :Type : Order code

1. End stops 12mm - 0472in Grey[J: BADH 1SNA116900R2700
2 Jumper bars 2 poles i BJS27-2 : 1SNA205772R1300 :
,,,,, 3 poles . : . BJS27-3 £ 1SNA205773R1400
3 Splitters For 6.36x0.8mm faston clips and screws : : DRF6 : 1SNA205767R1600 :
4 Protecting covers P20 rotating protecting cover Grey[[]: CPUF35 : 1SNA190016R1600 :
5 Terminal block markers Blank card White[_J: RC810 : 1SNA234000R0200 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D70/32.AF power terminal blocks
Feed-through - 32 mm 7.260 in spacing

Description
— Rated cross section up to 240 mm?/ 500 Kcmil, IP20 protection cover,

— Holding foot on DIN 3 rail with two position for easy mounting, lug mounting in accordance with NF C 20-130 and
DIN 46234, various marking options, rail or base mounting.

Ordering details

-,
= s = Description i Color i Type i Order code i Pkg i Weight
e i 2 : : ay  : (ipee 9
‘ ‘|| . Il h s Feed-through 1 stud M8 + 1 wire-clamp: Grey []: D70/32.AF - 1SNA190007R2600 ; 31 269.00
d g L 1 B with covers : : : : : :
I “omdd ]
‘ » 1= 2 . . . .
‘]F;.’A.é'g. - Main technical data Mounting instructions
> ""’:3 ‘ 3 Connecting capacity i NFC i DIN UL CSA Rail Q- TH 35-7.5, 4
R Lugs Rigid - Solid / Stranded : 6-95mm2 i 6-70mmz (000AWG @ = TH 35-15
D70/32.AF Flexible 6-70mm? ;670 mm? e Lugs Wrench
Gauge Tool i H13mm
[ IEC UL CSA Torque C/ """"" L BliNm
165 6.49" Screw c|amp Rigid - Solid / Stranded i 6-95 mm? 10-000 AWG i O i 52-1041b.in
Flexible : 6-70 mm2 i : Jumper screw ¢ Allen key
b Gauge Tool © 6mm
©
NN : IEC UL CSA Torque .
@0 NN
FREE Bar @ i 52-104 Ib.in
5’ °]° 907 Rated current 192A 1654 ~ Screw clamp  Wrench
Rated cross section : 70 mm? : 000 AWG : i 6mm
Rated voltage 1000V 600V 0236in

Impulse withstand voltage £ 8000V : - -12Nm
: f . § . 52-1041b.in
Wire stripping £ 33mm
length i 1.299in

32 mm 17.260 in spacing

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

"ROHS | Mk | =

i RoHS : USRCNR : i GostR i

Accessories

Description iColor i Type : Order code
L 2 1 End stops 12mm 0472 Grey[J: BADH 1SNAT16900R2700
2 Jumper bars 2 poles . : i BJS32-2 : 1SNA205774R1500 :
..... 3 poles ) : ‘BJS323 “15NA205775R 1600
a 3 Splitters For 6.36x0.8mm faston clips and screws : DRF8 : 1SNA205768R2700 :
3 4 \\’ 4 Protecting covers P20 rotating protecting cover Grey[[]: CPUF70 : 1SNA190017R1700 :
W 5 Terminal block markers Blank card © White[ ): RC810 : 1SNA234000R0200 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

1SNC165007S0201 - Rev. A

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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D120/42.AF power terminal blocks
Feed-through - 42 mm 7.653 in spacing

=T 500 Kemil

o4 120mm2
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" nagW
D120/42.AF
197 7.75"
2lg 27
42 mm 7.653 in spacing
1 2
3 4 \‘\\,

Description

— Rated cross section up to 240 mm? / 500 Kcmil, IP20 protection cover,
— Holding foot on DIN 3 rail with two position for easy mounting, lug mounting in accordance with NF C 20-130
and DIN 46234, various marking options, rail or base mounting.

Ordering details

Description Color Type Order code Pkg Weight
: : : : idqy i (tpeg 9
Feed-through 1 stud M10 + 1 wire- 1SNA190008R0700 1 i 423.00

clamp with covers

Grey | D120/42.AF

Main technical data

Mounting instructions

Connecting capacity iNFC__ :DIN uL CSA Rail o TH 35-7.5,
Lugs Rigid - Solid / Stranded : 6-150mm? : 6-120mm? : 300 Kemil & wr TH 35-15
Flexible fel20mmei Lugs Wrench
Gauge ‘c8 Tool : @ © HI7mm
IEC UL CSA Torgue S L 6750Nm
Screw clamp  Rigid - Solid / Stranded_: 6-150 m 10ANG300 Ko 1® . 87-1741bin
Flexible £ 6-120 mm? ~ Jumper screw  Allen key
Gauge : Tool @ i emm
9 omen
{IEC UL CSA Torque ©B8-12Nm
Bar @ | 52-104lb.n
Rated current {269 A [240A ~ Screw clamp ¢  Allen key
Rated cross section £120 mm? £ 300 Kemil Tool @ £ 8mm
Rated voltage £1000V :600V . 10815in
Impulse withstand voltage : 8000V ; Torque C/ i 10-20N.m
) : © . 87-174Ibin
" Wirestripping £ 38mm
length i 1.496in

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

{ROHS | s | N
i RoHS ! USRCNR : i GostR
Accessories
Description iColor  :Type : Order code iPkg : Weight
1. End stops 12mm 0472in. Grey[J: BADH 1SNA116900R2700
2 Jumper bars 2 poles i BJS42-2 : 1SNA205776R1700 :
,,,,, 3 poles . : . BJS42-3 “1SNA205777R1000 :
3 Splitters For 6.36x0.8mm faston clips and screws : : DRF10 : 1SNA205769R2000 :
4 Protecting covers P20 rotating protecting cover Grey[_J: CPUF120 : 1SNA190018R2000 :
5 Terminal block markers Blank card White[_J: RC810 : 1SNA234000R0200 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.

Technical data valid for copper conductors only.
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D185/55.AF power terminal blocks
Feed-through - 55 mm 2.765 in spacing

D185/55.AF

228.5 9.00"
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55 mm 2.765 in spacing

1SNC165019F0014

Description

— Rated cross section up to 240 mm?/ 500 Kcmil, IP20 protection cover,
— Holding foot on DIN 3 rail with two position for easy mounting, lug mounting in accordance with NF C 20-130
and DIN 46234, various marking options, rail or base mounting.

Ordering details

Description %Color %Type %Order code Pkg Weight
: : : : iqy i (lpeg 9
Feed-through 1 stud M12 + 1 wire- 1SNA190009R0000 1 ¢ 937.00

clamp with covers

Grey L D185/56.AF

Main technical data

Mounting instructions

Connecting capacity : UL CSA Rail T TH 35-7.5,
Lugs Rigid - Solid / Stranded : 500 Kemil ) = TH 35-15
Flexible T R ~ Lugs Wrench
Gauge i C11 Tool 5 i H24 mm
IEC uL CSA Torque S L 25C50Nm
Screw clamp  Rigid - Solid / Stranded : 25-240 mm? 4 AWG-B00 Kol , © | 217-435bin
Flexible i25-186mm2 ~Jumper screw ¢ ¢ Allen key
Gauge : Tool @ i 6mm
TEC UL CSA Torque .
Bar @ . 52-104bin
Rated current i363A ~ Screw clamp ¢ ¢ Allen key
Rated cross section £185 mm? Tool @ £ 10mm
Rated voltage 1000V
Impulse withstand voltage : 8000V Torque 6 .
i é © 121 - 174 Ib.in
~ Wirestripping {47 mm
length i 1.850in

The connecting capacity data for one Rigid - Solid / Stranded - Flexible conductor (when applicable) is a mandatory information required by IEC, UL and CSA standards.
All other data are provided as supplementary information only. For more details, please consult our CB, UL or CSA certificates and technical datasheet available on http://www.abb.com

"ROHS | Mk |

i RoHS : USRCNR :

=8

i GostR i

Accessories

Description iColor i Type : Order code
1 End stops 12 mm 0.472in Grey[[]: BADH 1SNA116900R2700
2 Jumper bars 2 poles : BJSB51-2 : 1SNA205778R2100 :
..... 3 poles ) : “BJS51-3 “15NA205779R2200 -
3 Splitters For 6.36x0.8mm faston clips and screws : DRF12 : 1SNA205770R2500 :
4 Protecting covers P20 rotating protecting cover Grey[ ]: CPUF185 : 1SNA190019R2100 :
5 Terminal block markers Blank card White[ ]: RC810 : 1SNA234000R0200 :

Complete list of accessories is indicated in the terminal block datasheet.
Some accessories such as jumper bars may modify the terminal block’s ratings: complete information in the accessories catalogue pages.

All the technical data for UL/CSA standard and dimensions in inches are in italic.
Technical data valid for copper conductors only.
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Power terminal blocks
Mounting instructions

Main dimensions mm

G1

%JD’:(

I
N
o
|©
i
i
©
bl

A

Y g
-
B

D35/27.AF - D70/32.AF - D120/42.AF
D35/27.FF - D70/32.FF - D120/42.FF

i

e WA <
| Gy Gi—" )
B:D B

>

D185/55.AF
D185/55.FF - D300/55.FF

Type { Mounting with: ‘A ‘B ic ‘D ‘F el {G2 ‘H
Dimensions mm
2 Screws 100.5 7.5 6.5 / 63.5 136.5 160 82.5
120 7.5 6.5 / 72.5 165 190.5 105.7
120 7.5 6.5 / 83.5 197 256.5 129.7
135 13.5 6.5 8.5 103.5 228.5 295 151.5
4 Screws 135 13.5 6.5 8.5 105 / 295 /
Marking Locking foot operating Locking
with screwdriver DIA. 4 mm
2 RC 810 or RPC type setting Center opening (to be made after jumper Between blocks with pins
1RC 1010 marker or RC 810 bar has been removed) "monostable action".

marker

2 slots, 2 RC810 not
separated or
1RC 10101in 1 slot

Jumper bar

— move the marker holders up
— cut out the partition
— screw the jumper bar

y
V4

ATT 7
=

v //7%
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As soon as the screwdriver is removed, the locking
foot comes back to closed position

Side opening with
W 2 positions.
‘ )

Unlocking

Locking

The locking foot remains
in open or closed position.

M3 nut on one side
M3 nut + washer on the other side

Mounting of the derivative system

1SNC165014S0201



1SNC16005850201
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Order code classification

Order code Type Page Order code Type Page Order code Type Page
1SNAQ07865R2600 FG2 15 1SNA115505R1600 MA2.5/5.SNBTA 59  1SNA167927R1000 FC4-1 67
1SNA008288R 1500 FU520 76 1SNA115523R0700 M4/8 . 81 1SNA168401R0300 EV8S 71
1SNAQ08289R 1600 FU520 76 1SNA115529R1500 M6/8.STP1 67 BJM8 84
1SNA008290R 1300 FU520 76 1SNA115530R1200 MA2.5/5.D01.1 45 BJvs 84
1SNA008291R0000 FU520 76 1SNA115541R1100 D2.5/6.DA 53 BJMs 84
1SNA008292R0100 FU520 76 1SNA115561R1500 M4/6.D2.SNBT 63 FUB33 86
1SNA103189R2600 SCD 54  1SNA115604R2100 M4/8.D2.SF 82 FU633 86
1SNA103588R2600 SCFT1 ... 67  1SNA115643R2700 D2.5/6.0PA1 52 FUB33 86
1SNA105001R2700 Ma/e 16 1SNA115646R2200 M4/8.D2.SFL 83 TGAIS. 86
1SNA105002R2000 M4/6 16 1SNA115647R2300 M4/8.D2.SFD 83 TGA13 86
1SNA105004R2200 M6/8 20 1SNA115657R2500 M4/8.SF 76 TGA13 86
1SNA105031R1400 M4/ 16 1SNA115659R0700 M4/8.SN 80 TGAS 76
1SNA105032R1500 M4/e 16 1SNA115661R2100 M4/8.SFL 79 TGAS 76
1SNA105044R2100 M4/6.D2 46 1SNA115662R2200 M4/8.SFT. 77 TGA8 76
1SNA105045R2200 M4/6.D2 46 1SNA115663R2300 M4/8.SFD 79 ANT 76
1SNA105046R2300 M4/6.D2 46 1SNA115665R2500 M4/8.SFDT 79 BJMS 84
1SNA105047R2400 M4/6.02 46 1SNA115667R2700 M4/8.SFLT 79 EXBN2 64
1SNA105048R0500 M4/6.D2 46 1SNA115668R0000 M4/8.SNT 80 BJM62 54
1SNA105049R0600 M4/6.D2 46 1SNA115686R1300 M4/6.SNB 60 PC13-10 86
1SNA105051R2000 M4/6 16 1SNA115688R2500 M6/8.SNB 62 PC81-10. 76
1SNA105052R2100 MA2.5/5 . 14 1SNA115699R2000 MA2.5/5.SNB 58 CBMED 44
1SNA105053R2200 M4/6.SNB 60  1SNA115700R0500 59 EL6 14
1SNA105055R2400 M6/8.SNB 62  1SNA115701R2200 59 BP8.A4 21
1SNA105075R2000 MA2.5/5 14 1SNA115702R2300 66 BJS8-20 69
1SNA105077R2200 MA2.5/5 14 1SNA115935R0400 78 VG 44
1SNA105116R1600 M4/6 16 1SNA115936R0500 83 BJMI5-2 14
1SNA105118R2000 M6/8 20 1SNA115971R1000 74 BJMI5-3 14
1SNA105120R2600 Mio/d0. 22 1SNA115986R0000 M4/6.SNB 60 BdMI5-4 14
1SNA105124R1600 M35/16 . 25 1SNA115987R0100 M4/6.SNBT 61 BIMIB-5 14
1SNA105128R2200 M6/8.1 21 1SNA116538R1700 PC8-2 20 BJMI5-10 14
1SNA105129R2300 M16/12 24 1SNA116539R1000 PC8-3 62 BJMiIB-2 16
1SNA105133R1700 BNF52 65  1SNA116540R2500 PC8-4. 62 BJMI6-3 16
1SNA105135R1100 M4/8.SF2 77 1SNA116576R1500 FEM3A ... 18 BIMIB-4 16
1SNA105141R2700 M6/8.STP 68  1SNA116591R0500 FEMSED 63 BJMI6-5 16
1SNA105142R2000 M6/8.STP 68 1SNA116629R2200 FEM4A 19 BJMIG-10 16
1SNA105208R1300 M4/ed 17 1SNA116656R2500 FEMSD1 50 BJMIg-2 20
1SNA105209R 1400 Ma/6. 16 1SNA116720R2100 SCMABD . 44 BIMIB-3 20
1SNA105486R1200 MA2.5/5 14 1SNA116728R2500 SCMA5 14 BJMI8-4 20
1SNA107239R0300 FC2.MC 93  1SNA116771R2000 FEDSE ) 52 BJMI8-5 20
1SNA113003R1000 SCM6_ . 16, 1SNA116795R1100 SCFCVi-2 14 BJMIS-10 20
1SNA113102R1000 SCF12 ... 24 1SNA116797R1300 SCFCvV4 . 26 BIMI1O-2 22
1SNA113137R0200 FEMT1 67  1SNA116854R1400 BNSV62 66 BJMI10-3 22
1SNA113373R2600 FEM8 62 1SNA116900R2700 BADH 26 BJMI10-4 22
1SNA113482R0500 SCMeD . 46 1SNA116913R0700 FEM8D2S 82 BJMI10-5 22
1SNA113542R1000 PCB-2 . 14 1SNA116924R0200 BNF52 65 BIMI10-10 22
1SNA113544R1200 PC5-10 14 1SNA116926R0400 BNCT82 65 BJMI5D-2 44
1SNA113546R1400 PC6-2 16 1SNA116927R0500 BNSV82 65 BJMISD-3 44
1SNA113548R2600 PC6-10 ... 16 1SNA116951R1500 FEM8S ... 76 BIMISD-4 44
1SNA113550R2400 EIP 14 1SNA116979R2100 FEMSTA .. 70 BIMIBD-5 44
1SNA113629R2700 FEMT2 71 1SNA118368R1600 FEM6 14 BJIMIED-10. 44
1SNA114205R2000 AD2.5 55 1SNA118495R1700 SCF6D 46 CPV4-5 26
1SNA114522R0500 SCFT2 . 71 1SNA118499R2300 FEMGD . ... 44 CPV1-2. ... 14
1SNA114778R0500 FEMT4 . 70 1SNA118618R0100 FEM12 24 EL6T 52
1SNA114825R0500 SCFM6 14 1SNA118707R0300 SCF6 14 BJD6 52
1SNA114994R0700 FEM62 60 1SNA125116R0100 M4/6.N 16 BJD6 52
1SNA115116R0700 MA/6. 16 1SNA125118R1300 M6/8.N ... 20 BJDG 52
1SNA115118R1100 M6/8. 20 1SNA125120R1100 M10/10.N . 22 BJD6 52
1SNA115120R1700 M10/10 22 1SNA125124R0100 M35/16.N 25 BJD6 52
1SNA115124R0700 M35/16 25 1SNA125126R0300 M4/6.D02.1.N. 47 BJD6 52
1SNA115126R0100 M4/6.02.1 . 47 1SNA125129R1600 M16/12.N. ... 24 CBD2S ... 66
1SNA115129R1400 Mi6/12 24 1SNA125166R 1300 M4/6.DIN 49 CBM5 14
1SNA115166R1100 M4/6.D1 49 1SNA125204R2200 M4/6.D1.1N 48 CN5 76
1SNA115192R0400 M4/6.4 17 1SNA125260R0500 M6/8.1.N 21 BJDP1 16
1SNA115204R2000 M4/6.D1.1. . 48 1SNA125271R2400 M4/6.D2.N .. 46 BJDP2 . 24
1SNA115217R1400 M4/ 17 1SNA125468R2200 M4/6.3AN 18 BJOP3 16
1SNA115218R2500 M6/8.2 21 1SNA125479R2500 M4/6.4A.N 19 BJMI12-2 24
1SNA115219R2600 M6/8.4 21 1SNA125485R0400 MA2.5/5.1 15 BJMI12-3 24
1SNA115236R1700 M6/8.ST. ... 71 1SNA125486R0500 MA2.5/5.N . 14 BIMI12-4 . 24
1SNA115237R1000 M6/8.ST1. . 72 1SNA125490R1500 MA2.5/5.D2.N 44 BIMI12-5 24
1SNA115239R2200 M6/8.ST3 73 1SNA125505R1000 MA2.5/5.SNBTA 59 BdMI12-10 24
1SNA115243R2600 M6/8.ST7 75 1SNA163043R2100 AL2 17 BJMIGD-2 46
1SNA115259R0600 M4/ 17 1SNA163046R2400 AL2 15 BJMIGD-3 ... 46
1SNA115260R0300 M6/8.1 21 1SNA163070R0000 AL2 47 BIJMIBD-4 46
1SNA115261R2000 M10/10.1 23 1SNA163261R0000 AL3 17 BJMIBD-5 46
1SNA115271R2200 M4/6.D2 46 1SNA163311R2200 PC61-10 46 BJMIGD-10 .. 46
1SNA115277R2000 M6/8.STP ... 68 1SNA163313R2400 PC8-10 ... 20 AJSO 71
1SNA115322R1500 M4/6.02.2 a7 1SNA163315R2600 PC10-10. ... 22 CPM 14
1SNA115359R0200 M6/8.STA 70 1SNA164581R1300 BJS8 69 D35/27.FF 137
1SNA115435R0700 M4/6.SB 64 1SNA164582R1400 BJS8 69 D70/32.FF . 138
1SNA115436R0000 M6/8.SB. ... 65 1SNA164583R1500 BJS8 69 D120/42.FF .. 139
1SNA115438R1200 M4/6.SNBT . 61 1SNA164950R0000 AL2 45 D185/55.FF . 140
1SNA115468R2000 M4/6.3A 18 1SNA165111R1400 M35/16.P. 40 D300/55.FF 141
1SNA115479R2300 M4/6.4A 19 1SNA165113R1600 M4/6.P 32 D35/27.AF 142
1SNA115485R0200 MA2.5/5.1 ... 15 1SNA165114R1700 M6/8.P . 36 D70/32.AF ... 143
1SNA115486R0300 MA2.5/5 14 1SNA165115R1000 M10/10.P . 38 D120/42.AF . 144
1SNA115490R1300 MA2.5/5.D2 44 1SNA165130R2300 M16/12.P . 39 D185/55.AF 145
1SNA115491R0000 MA2.5/5.D2.1 45 1SNA165488R2700 MA2.5/5.P 30 CPUF35 137
1SNA115495R0400 M4/6.SNBT . 61 1SNA165809R0100 D4/6.P 33 CPUF70. ... 138
1SNA115497R0600 mMe/8.02.1. .. 51 1SNA165830R2100 Des.P. . 37 CPUF120 .. 139
1SNA115498R1700 M6/8.D1 . 51 1SNA165909R0500 D2.5/5.P 31 CPUF185 140
1SNA115500R2500 M6/8.STP3 .. 69 1SNA167319R0600 AL2 54 M4/6 16
1SNA115501R1200 M6/8.D2 50 1SNA167860R0100 FC4 17 M6/8 20
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Order code Type Page Order code Type Page Order code Type Page

1SNA195120R1000 M10/10 22 1SNA290044R0600 D2.5/5.SNBT.2L 128  1SNA291696R2600 FED6.4L 100
M35/16 25 D4/6.2L 98 711R2400 FED8.3L 102
M16/12 24 D4/6.2L 98 3R2600 FED8.3L. 102
N 17 D4/6N2L 98 1. 721R2600 FED12.3L. 106
M6e/8.1 21 D4/62L 98  1SNA291731R2000 FED10.3L . .. 104
M4/6.D2 46 D4/6.2L 98 817R1700 FEDS.T3.L 124
M4/6.SNBT 61 D4/6.2L 98 8R2000 FED5.T3.PL 125
MA25/5 14 D4/6.P2L 113 1. 486R2400 BFAUTO 64
MA2.5/5D2 44 D6/82L 101 1SNA299683R0100 D4/6.73 54
M6/8.D2 50 D6/8.2L 101 684R0200 D4/6.T3.P 55
M4/6.3A.P 34 D6/8.N.2L 101 7R0600 D2.5/5.1.N.3 96
M4/6.4AP 35 De/8.2L . 101 068R1700 D2.5/5.1.3L 96
M4/6.SNB 60 D6/8.2L . 101 1SNA399070R1500 D2.5/5.I.NAL 97
BNSTP2 67 D6/8.2L 101 071R0200 D2.5/5.1.4L 97
BNSTP1 67 D6/8.P.2L 116 2R0300 D2.5/5.1.P.3L 111
BNSV62 64 D2.5/8.SFT.2L 1300 1. 073R0400 D2.5/5.1.P4L 112
BNF52 65 130 1SNA399260R2000 D2.5/5.1.3L . 96
BNCT82 65 131 270R2200 D2.5/5.1.4L 97
BNSV82 . 65 131 3R0400 BJDL12-2 105
BNF652-D1-BE . 64 132 1. 571R0400 FEDi2.2L . 105
BNF652L-BE 64 129 1SNA399581R2700 Di6/12.2L . 105
BNF652 64 129 582R2000 D16/12.N.2L 105
BNF652D-B) 64 129 4R2200 Di16/12.P2L . 120
ML10/13.SF . 86 123 613R0600 BJDPL6.12-2. . 98
ML10/13.SN 88 123 1SNA399617R0200 D35/16.2L . 107
ML10/13.SFD 87 103 618R1300 D35/16.N.2L 107
ML10/13.SF 87 103 0R1100 D35/16.P.2L 122
D4/6T1 55 103 1 621R0600 BJOL16-2 107
D4/6.PT1 . 56 118 1SNA399704R1200 D240/36.D10 . 29
FEM13U 86 FEDS.1.3L 96 706R1400 D240/36.D10 29
DRF6 137 D4/6.3L 99 5R0400 D150/31.D1 . 28
DRF8 ... 138 D4/6.3L . 99 717R0600 D150/31.D10.N . 28
DRF10 ... 139 D4/6N.3L 99 1SNA399787R0500 CPBP2 29
DRF12 140 D4/6.P.3L 114 788R1600 CPBP1 28
DRF16 141 D4/6.4L 100 3R0200 BADL 14
BJs27-2 137 D4/64L. 1000 1 146R0000 BNS6DG1 64
BJS27-3 . 137 D4/6.N.4L 100 1SNA400178R1000 Di6/12.2L . 105
BJS32-2 138 D4/6.PAL 115 179R1100 D16/12.2L 105
BJS32-3 138 D6/8.3L 102 0R0700 D16/12.2L 105
BJS42-2 139 D6/8.N.3L 102 1 181R2400 D35/16.2L. 107
BJS42-3 139 D6/83L ... 102 1SNA400182R2200 D35/16.2L . 107
BJS551-2 140 D6/8.P.3L 117 183R2600 D35/16.2L 107
BJS551-3 140 D10/10.3L 104 4R2700 MA2.5/5 14
BIMIB1.2 28 D10/10.N.3L. 104 1 186R2100 M6/8 20
BIMIB1.3 28 D10/10.3L . 104 1SNA400187R2200 M6/8 20
BJMI36.2 29 D10/10.P.3L 119 188R0300 M10/10 22
BJMI36.3 29 D16/12.3L 106 9R0400 M10/10 22
BAM2 14 Di16/12.N.3L 106 1 190R0100 M10/10 22
Ma/6. 16 D16/12.3L . 106 1SNA400191R2600 M16/12 24
M4/6.SNBT 61 D16/12.P.3L 121 192R2700 M16/12 24
BADL 86 D2.5/5.T3.L 124 3R2000 M16/12 24
AJSO-1. 71 D2.5/6.T1.L 126 1 194R2100 M35/16 25
AJS9-2 71 D2.5/5.T3.PL 125 1SNA400195R2200 M35/16 25
AJS9-3 71 D2.5/5.T1.P. 127 196R2300 M35/16 25
AJS9-4 71 D2.5/5.2L 93 9R1100 D2.5/5.1.3L 96
AJS9-5 71 1 D2.5/5.2L ... 93 239R1500 M6/8 s 20
AL4-M3 17 1SNA291041R2000 FEDS.A4L . . 95 1SNA400270R2000 D4/8.D2.P.SF 84
AL4-M4 25 1 051R2200 FED5.3L 94 271R1500 85
RC510 14 1 1R2400 FEDS5.2L 93 2R1600 . 85
RC6S ... 52 1 077R2400 CBD5.2L . 93 273R1700 FEM8D2S1 ... 84
RCB10. . ... 16 1SNA291102R2300 BJDLS-2 93 1SNA400305R1000 D70/22 26
RC810 20 1 103R2400 BJDL5-3 93 306R1100 D70/22.N 26
RC1010 22 1 4R2500 BJDL5-4 93 0R2400 D95/26 27
D2.5/54L ... 95 1 105R2600 BJDLS-5 ... 93 371R1100 D95/26.N 27
D2.5/5.4L . 95 1SNA291110R2600 BJDL5-10 . 93 1SNA400620R1700 D95/26.P 42
D2.5/5.N.4L 95 1 122R1600 BJDL8-2 101 711R0600 PC8-R1 71
D2.5/5.4L 95 1 3R1700 BJDL8-3 101 2R0700 PC8-R2 71
D2.5/5.4L ... 95 1 1128R2400 BJDLG-2 ... 98 713R0000 PC8-R3 71
D2.5/5.4L . 95 1SNA291129R2500 BJDLG-3 . 98 1SNA400724R0300 PC8-R4 71
D2.5/5.4L 95 1 131R1700 FED8SF.2L 130 772R1300 D70/22.P M
D2.5/5.4L 95 1 4R2400 BJDL8-4 101 8R0000 D150/31.D1 28
D2.5/5.P4L 110 1 145R2500 BJDL8-5 101 779R0000 D240/36.D1 29
D2.5/5.2L . 93 1SNA291150R0600 BJDPL5.6-2 . 93 1SNA400789R0000 D70/22.YL .. 26
D2.5/5.2L 93 1 160R0000 BJDPL5.8-2 93 D95/26.YL 27
D2.5/5.N.2L 93 1 1R2500 FEDS8.2L 101 SC-JB8-2 71
D2.5/5.2L ... 93 1 170R0200 BJDPL6.8-2 . 98 SC-JB8-3 71
D2.5/5.2L 93  1SNA291194R1700 BJDL6-4 98 SC-JB8-4 71
D2.5/5.2L 93 1 195R1000 BJDL6-5 98 JB16-2 25
D2.5/5.2L 93 1 9R1100 ITVE.L 123 JB16-3 25
D2.5/5.2L ... 93 1 352R0400 SCD5.2L ... 93 JB16-4 25
D2.5/5.P2L 108  1SNA291362R0600 SCD5.3L 94 JB16-5 25
D2.5/5.3L 94 1 372R0000 SCD5.4L 95 JB16-10 25
D2.5/5.3L 94 1 1R2600 FED5.D.L 123 JB22-2 26
D2.5/5.N.3L . 94 1 461R2200 FED10.2L ... 103 JB22-3 26
D2.5/5.3L 94  1SNA291472R2500 BJDL1.10.2 103 JB22-5 26
D2.5/5.3L 94 1 474R2700 BJDL1.10.3 103 JB22-10 26
D2.5/5.3L 94 1 6R2100 BJDL1.10.4 103 JB26-2 27
D2.5/5.3L ... 94 1 478R0300 BJDL1.10-5 . .. 103 3 JB26-3 27
D2.5/5.3L 94  1SNA291480R2200 BJDPL5.10-2 93 1SNK926305R0000 JB26-5 27
D2.5/5.P.3L 109 1 482R1000 BJDPL6.10-2 98 15 310R0000 JB26-10 27
D2.5/5.SNB 128 1 4R1200 BJDPL8.10-. 101
D2.5/5.SNBT: 128 1 694R2400 FED6.3L 99
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Type classification

Type Order code Page Type Order code Page Type Order code Page
1SNA114205R2000 55  BJMIGD-3 1SNA179669R2100 46 D2.5/5.4L 1SNA290011R2500 95
71 46 1SNA290012R2600 95

71 46 1SNA290014R2000 95

71 20 1SNA290015R2100 95

71 20 1SNA290016R2200 95

71 20 1SNA290017R2300 95

71 20 1SNA290018R0400 95

1SNA163043R2100 17 20 123
1SNA163046R2400 15 137 123
1SNA163070R0000 47 137 1SNA399068R1700 96
1SNA164950R0000 45 138 1SNA399260R2000 96
1SNA167319R0600 54 138 1SNA400219R1100 96
17 139 1SNA399071R0200 97

17 139 1SNA399270R2200 97

25 140 96

76 140 97

26  BJS8 1SNA164581R1300 69 111

1SNA206659R2300 86 1SNA164582R1400 69 112
1SNA399903R0200 14 1SNA164583R1500 69 93
14 1SNA174789R0500 69 94

64  BNCT82 1SNA116926R0400 65 95

1SNA178024R2500 52 1SNA196926R0500 65 31
1SNA178025R2600 52  BNF52 1SNA105133R1700 65 108
1SNA178026R2700 52 1SNA116924R0200 65 109
1SNA178027R2000 52 1SNA196924R0300 65 110
1SNA178032R2500 52 64 1SNA290041R0300 128
1SNA178033R2600 52 64 1SNA290042R0400 128
103 64 1SNA290044R0600 128

103 64 D2.5/5.SNBT.4L 1SNA290131R2200 129

103 64 1SNA290132R2300 129

103 67 129

105 IR2 67 126

107 1SNA116854R1400 66 127

93 1SNA196854R1500 64 124

93 BNSV82 1SNA116927R0500 65 125

93 1SNA196927R0600 65 53

93 21 52

93 66 131

98 93 131

98 14 1SNA290091R2600 130

98 44 1SNA290092R2700 130

98 76 132

101 28 29

101 29 29

101 14 29

101 139 141

16 140 D35/16.2L 1SNA399617R0200 107

24 137 1SNA400181R2400 107

16 138 1SNA400182R2200 107

93 14 1SNA400183R2600 107

93 . 26 107

93 1SNA290301R1500 103 122

98 1SNA290302R1600 103 142

98 103 137

98 118 1SNA290061R0700 98

101 1SNA290423R2700 104 1SNA290062R0000 98

54 1SNA290425R2100 104 1SNA290064R0200 98
BJM8 1SNA168520R0500 84 104 1SNA290066R0400 98
1SNA168521R2200 84 119 1SNA290067R0500 98
1SNA168522R2300 84 144 1SNA290405R0600 99
1SNA168974R0000 84 L 1SNA290406R0700 99
22 28 D4/6.4L 1SNA290410R0600 100

22 28 1SNA290411R2300 100

22 28 98

29 1SNA399581R2700 105 99

20 1SNA400178R1000 105 100

24 1SNA400179R1100 105 33

24 o 1SNA400180R0700 105 113

54 D16/12.3L 1SNA290428R0400 106 114

24 1SNA290430R0200 106 115

24 105 56

28 106 55

28 120 54

29 121 55

29 145 84

14 140 85

14  D2.5/5.2L 1SNA290021R2700 93 85

14 1SNA290022R2000 93 1SNA290081R2400 101

14 1SNA290024R2200 93 1SNA290082R2500 101

14 1SNA290025R2300 93 1SNA290084R2700 101

44 1SNA290026R2400 93 1SNA290086R2100 101

44 1SNA290027R2500 93 1SNA290087R2200 101

44 1SNA290028R0600 93 1SNA290418R0200 102

44 1SNA290464R0000 93 1SNA290420R0000 102

44 1SNA290465R0100 93 101

16 D2.5/5.3L 1SNA290031R2100 94 102

16 1SNA290032R2200 94 37

16 1SNA290034R2400 94 116

16 1SNA290035R2500 94 117

16 1SNA290036R2600 94 26

46 1SNA290037R2700 94 26

46 1SNA290038R0000 94 41
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Index

Type classification

Type Order code Page Type Order code Page Type Order code Page
D70/22.YL. 1SNA400789R0000 26 1SNA400192R2700 24 M6/8.D2 1SNA115501R1200 50
143 1SNA400193R2000 24 1SNA195501R1300 50
138 24 51
27\ 39 20
27  M35/16 1SNA105124R1600 25 36
42 1SNA115124R0700 25 6ROC 65
27 1SNA195124R0000 25 1SNA105055R2400 62
139 1SNA400194R2100 25 1SNA115688R2500 62
140 1SNA400195R2200 25 71
141 1SNA400196R2300 25 72
137 1SNA12512 25 74
138 1SNA165111R12 40 1SNAT15239R2200 73
14 1SNA105001R2700 16 1SNA115243R2600 75
14 1SNA105002R2000 16 1SNA115359R0200 70
52 1SNA105031R1400 16 1SNA105141R2700 68
71 1SNA105032R1500 16 1SNA105142R2000 68
64 1SNA105051R2000 16 1SNA115277R2000 68
15 1SNA105116R1600 16 1SNA115529R1500 67
93 1SNA105209R1400 16 N 1SNAT15500R2500 69
17 1SNA115116R0700 16 MA2.5/5 1SNA105052R2100 14
67 1SNA195116R0000 16 1SNA105075R2000 14
103 1SNA206404R0500 16 1SNA105077R2200 14
104 1SNA105208R1300 17 1SNA105486R1200 14
105 1SNA115259R0600 17 1SNA115486R0300 14
106 17 1SNA195486R0400 14
52 18 1SNA400184R2700 14
93 18 1SNA115485R0200 15
94 34 1SNA125485R0400 15
95 1SNAT15192R0400 17 1SNA115530R1200 45
123 1SNA195192R0500 17 1SNA115490R1300 44
96 1SNAT15479R2300 19 1SNA195490R1400 44
124 1SNA125479R2500 19 45
125 1SNA195638R2300 35 44
99 100 49 14
100, ( 48 30
- 101 Mi4/6.D1.1N 48 58
FEDS8.3L 1SNA291711R2400 102 I 49 1SNA115700R0500 59
1SNA291713R2600 102 maeD2 1SNA105044R2100 46 1SNA115701R2200 59
130 1SNA105045R2200 46 1SNA115505R1600 59
24 1SNA105046R2300 46 1SNA125505R1000 59
86 1SNA105047R2400 46 86
18 1SNA105048R0500 46 87
19 1SNA105049R0600 46 87
14 1SNA115271R2200 46 88
60 1SNA195271R2300 46 22
44 47 86
62 47 14
50 47 14
82 46 16
84 66 46
76 63 16
63 16 20
70 32 76
67 64 20
Al 1SNA105053R2200 60 62
- 70 1SNA115686R1300 60 62
FU520 1SNA008288R1500 76 1SNA115986R0000 60 71
1SNA008289R1600 % 1SNA195686R1400 60 71
1SNA008290R1300 76 M4/6.SNBT 1SNA115438R1200 61 71
1SNA008291R0000 76 1SNA115495R0400 61 71
‘‘‘‘‘‘‘‘‘‘‘‘‘‘‘‘‘‘‘‘‘ 1SNA008292R0100 76 1SNA115987R0100 61 22
FUB33 1SNA168556R0500 86 1SNA195438R1300 61 14
1SNA168558R1700 86 1SNA206538R0200 61 16
1SNA168560R1500 86 i : 81 52
4\ 82 20
123 M 83 54
25 M 83 93
25 M 83 94
25 M 76 95
25 M 77 24
25 M 79 14
26 M 78 46
26 M 79 14
26 M 79 26
26 M 79 14
J 27 WM 77 67
J 27 WM 80 7
J 27, W 80 71
J 27, Me/8 1SNA105004R2200 20 71
M10/10 1SNA105120R2600 22 1SNA105118R2000 20 71
1SNA115120R1700 22 1SNA115118R1100 20 16
1SNA195120R1000 22 1SNA195118R1200 20 46
1SNA400188R0300 22 1SNA400186R2100 20 14
1SNA400189R0400 22 1SNA400187R2200 20 44
1SNA400190R0100 2 1SNA400239R 1500 20 TGA13 1SNA168564R0500 86
1SNA11526 23 M6/8.1 1SNA105128R2200 21 1SNA168565R0600 86
1SNA12512 22 1SNA115260R0300 21 1SNA168566R0700 86
1SNA16511 38 1SNA195260R0400 21 TGA8 1SNA168672R1100 76
1SNA105129R2300 24 29 1SNA168673R1200 76
1SNA115129R1400 24 21 1SNA168674R1300 76
1SNA195129R1500 24 21
1SNA400191R2600 24 51

ABB SNA series - Terminal blocks | 151




Marketing material

www.abb.com

www.abb.com/connecttocontrol

Products = Low Voltage Products and Systems = Connection Devices

Catalogs

i

, A BB
ol L

Terminal blocks

Terminal blocks

New

Markers and marking systems

ABB

ARB

For product detailed information,

use product type or order code, ex:
www.abb.com/productdetails/ZS4 or
www.abb.com/productdetails/1SNK505010R0000

152 | ABB SNA series - Terminal blocks

Cadenas portal: Download 2D or 3D files
according to your needs (STEP, IGES...)

SNK series terminal blocks

in your pocket

The ABB website
compatible with Smart-
phones and tablets gives
you all the information
you need.

Always updated
Always available
Stay connected!







Contact us

ABB France

Low Voltage Products Division
3, rue Jean Perrin

F-69687 Chassieu cedex / France

You can find the address of your local sales organisation
on the ABB home page

7R
E: b y =
www.abb.com/lowvoltage
[=]3, [=]

[=]

www.abb.com/connecttocontrol

Note

We reserve the right to make technical changes or

modify the contents of this document without prior

notice.

ABB does not accept any responsibility whatsoever
for potential errors or possible lack of information in
this document.

We reserve all rights in this document and in the
subject matter and illustrations contained therein.
Any reproduction, disclosure to third parties or
utilization of its contents — in whole or in parts —is
forbidden without prior written consent of ABB.

Copyright© 2014 ABB - Al rights reserved

for a better world™ ’

1SNC160019C0203 - Printed in France (PDF 09.2014)

Power and productivity “ .. l.
al 4



	SNA series Terminal blocks
	Ranges and technologies presentations
	Screw clamp terminal blocks
	Overview
	Feed-through
	2.5 mm² / 12 AWG MA2.5/5
	4 mm² / 10 AWG M4/6
	4 mm² / 10 AWG M4/6.3A & M4/6.4A 3 & 4 connections
	6 mm² / 8 AWG M6/8
	10 mm² / 6 AWG M10/10
	16 mm² / 6 AWG M16/12
	35 mm² / 0 AWG M35/16
	70 mm² / 00 AWG D70/22
	95 mm² / 0000 AWG D95/26
	150 mm² D150/31.D10
	240 mm² D240/36.D10

	Ground
	2.5 mm² / 12 AWG MA2.5/5.P & D2.5/5.P
	4 mm² / 12 AWG M4/6.P & D4/6.P
	4 mm² / 12 AWG M4/6.3A.P & M4/6.4A.P 3 & 4 connections
	6 mm² / 8 AWG M6/8.P & D6/8.P
	10 mm² / 6 AWG M10/10.P
	16 mm² / 4 AWG M16/12.P
	35 mm² / 0 AWG M35/16.P
	70 mm² / 00 AWG D70/22.P
	95 mm² / 0000 AWG D95/26.P

	Double deck
	2.5 mm² / 12 AWG MA2.5/5.D2
	4 mm² / 12 AWG M4/6.D2
	4 mm² / 12 AWG M4/6.D1 One circuit
	6 mm² / 8 AWG M6/8.D2
	2.5 mm² / 12 AWG D2.5/5.DP Double deck + ground

	Triple deck
	2.5 mm² / 12 AWG D2.5/6.DA
	4 mm² / 12 AWG D4/6.T
	4 mm² / 12 AWG D4/6.P.T1 7 connections for grounding

	Disconnect
	2.5 mm² / 12 AWG MA2.5/5.SNB
	4 mm² / 10 AWG M4/6.SNB
	6 mm² / 8 AWG M6/8.SNB
	4 mm² / 12 AWG M4/6.D2.SNBT Double deck, disconnect
	4 mm² / 10 AWG M4/6.SB & M6/8.SB Disconnect with plug
	4 mm² M4/6.D2.SB Double deck, disconnect with plug
	6 mm² / 8 AWG M6/8.STP Disconnect with push-turn knob
	6 mm² / 8 AWG M6/8.STP3 Feed-through - profile aligned with M6/8.STP
	6 mm² / 8 AWG M6/8.ST Test disconnect with screwdriver sliding link
	6 mm² / 8 AWG M6/8.ST7 Feed-through - profile aligned with M6/8.ST

	For 5x20 and 5x25 mm fuses (0.197x0.787 in and 0.197x0.984 in)
	4 mm² / 12 AWG M4/8.SF Fuse holders
	4 mm² / 12 AWG M4/8.SN Disconnect - profile aligned with M4/8.SF
	4 mm² / 12 AWG M4/8 Feed-through - profile aligned with M4/8.SF
	4 mm² / 12 AWG M4/8.D2.SF Double deck, fuse holder
	4 mm² / 12 AWG D4/8.D2.P.SF Double deck, fuse holder, ground

	For 6.3x25 and 6.3x32 mm fuses (¼ x 1 in and ¼ x 1¼ in)
	10 mm² / 10 AWG ML10/13.SF
	10 mm² / 10 AWG ML10/13.SN Disconnect - profile aligned with ML10/13.SF


	Spring clamp terminal blocks
	Overview
	Feed-through
	2.5 mm² / 12 AWG D2.5/5.2L 2 connections
	2.5 mm² / 12 AWG D2.5/5.3L 3 connections
	2.5 mm² / 12 AWG D2.5/5.4L 4 connections
	2.5 mm² / 12 AWG D2.5/5.I.3L Angled block with 3 connections
	2.5 mm² / 12 AWG D2.5/5.I.4L Angled block with 4 connections
	4 mm² / 10 AWG D4/6.2L 2 connections
	4 mm² / 10 AWG D4/6.3L 3 connections
	4 mm² / 10 AWG D4/6.4L 4 connections
	6 mm² / 8 AWG D6/8.2L 2 connections
	6 mm² / 8 AWG D6/8.3L 3 connections
	10 mm² / 6 AWG D10/10.1.2L 2 connections
	10 mm² / 6 AWG D10/10.3L 3 connections
	16 mm² / 6 AWG D16/12.2L 2 connections
	16 mm² / 6 AWG D16/12.3L 3 connections
	35 mm² / 2 AWG D35/16.2L 2 connections

	Ground
	2.5 mm² / 12 AWG D2.5/5.P.2L 2 connections
	2.5 mm² / 12 AWG D2.5/5.P.3L 3 connections
	2.5 mm² / 12 AWG D2.5/5.P.4L 4 connections
	2.5 mm² / 12 AWG D2.5/5.P.I.3L 3 connections
	2.5 mm² / 12 AWG D2.5/5.P.I.4L 4 connections
	4 mm² / 10 AWG D4/6.P.2L 2 connections
	4 mm² / 10 AWG D4/6.P.3L 3 connections
	4 mm² / 10 AWG D4/6.P.4L 4 connections
	6 mm² / 8 AWG D6/8.P.2L 2 connections
	6 mm² / 8 AWG D6/8.P.3L 3 connections
	10 mm² / 6 AWG D10/10.1.P.2L 2 connections
	10 mm² / 6 AWG D10/10.P.3L 3 connections
	16 mm² / 6 AWG D16/12.P.2L 2 connections
	16 mm² / 6 AWG D16/12.P.3L 3 connections
	35 mm² / 2 AWG D35/16.P.2L 2 connections

	Double deck
	2.5 mm² / 12 AWG D2.5/5.D2.L

	Triple deck
	2.5 mm² / 12 AWG D2.5/5.T3.L
	2.5 mm² / 12 AWG D2.5/5.T3.P.L Triple deck + ground
	2.5 mm² / 12 AWG D2.5/5.T1.L 6 common connections
	2.5 mm² / 12 AWG D2.5/5.T1.P.L 7 ground connections

	Disconnect
	2.5 mm² / 12 AWG D2.5/5.SNBT.2L 2 connections
	2.5 mm² / 12 AWG D2.5/5.SNBT.4L 4 connections

	For 5x20 and 5x25 mm fuses (0.197x0.787 in and 0.197x0.984 in)
	2.5 mm² / 12 AWG D2.5/8.SF.2L Fuse holders
	2.5 mm² / 12 AWG D2.5/8.SNT.2L Disconnect - profile aligned with D2.5/8.SF.2L


	Stud terminal blocks
	Overview
	Feed-through stud
	35 mm² / 1 AWG D35/27.FF
	70 mm² / 000 AWG D70/32.FF
	120 mm² / 300 Kcmil D120/42.FF
	185 mm² / 500 Kcmil D185/55.FF
	300 mm² / 1000 Kcmil D300/55.FF

	Feed-through stud and screw clamp
	35 mm² / 1 AWG D35/27.AF
	70 mm² / 000 AWG D70/32.AF
	120 mm² / 300 AWG D120/42.AF
	185 mm² / 500 AWG D185/55.AF
	Mounting instructions
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