ISSUE DATE:

RIGID PVC CONDUIT FITTINGS - KRALOY DATE D'EMISSION: 2009 04 30
SUPERCEDES:

12X12 JUNCTION BOXES REMPLACE: 2002 06 20
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PRODUCT PART NOMINAL SIZE A B
CODE NUMBER (in) | (mm) (in) | (mm) (in) | (mm)
078250 JB 12124 12 305 12.000 304 12.687 322
078251 JB 12126 12 305 12.000 304 12.687 322
078252 JB 12128 12 305 12.000 304 12.687 322
PRODUCT |PART NOMINAL SIZE D E
CODE NUMBER (in) | (mm) (in) | (mm) (in) | (mm)
078250 JB 12124 12 305 4.250 108 4.000 102
078251 JB 12126 12 305 6.250 158 6.000 152
078252 JB 12128 12 305 8.250 210 8.000 204
PRODUCT |PART NOMINAL SIZE GASKET INSERT SCREW VOLUME
CODE NUMBER () [(mm)| copE | copbe CODE [ eu.in) [(cu.cm)
078250 JB 12124 12 305 072749 072539 (8) 072513 (8) 577.4 94594
072549 (4) 072515 (4)
078251 JB 12126 12 305 072749 072539 (8) 072513 (8) 846.0 13874.4
072549 (4) 072515 (4)
078252 JB 12128 12 305 072749 072539 (8) 072513 (8) 1102.0 18072.8
072549 (4) 072515 (4)

ALL ASSEMBLIES COMES WITH LARGE MOUNTING FEET (097740)
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RIGID PVC CONDUIT FITTINGS - KRALOY

ISSUE DATE:
DATE D'EMISSION: 2009 04 30

SUPERCEDES:
12X12 JUNCTION BOXES REMPLACE: 2002 06 20
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Large Mounting Feet
Product Code 097740

12.687”
(322 mm)
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