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Automotive & Miniature

Miniature Lamps (Alphanumeric)
Item Order Code Amps Volts Base Filament MOL in/mm MOD in/mm Life
1129-BP 40103 2.63 6.4 BA15s C-6 2.00/50.8 1.04/26.4 200

1130 40172 2.63 6.4 BA15d C-6 2.00/50.8 1.04/26.4 200

1133 40174 3.91 6.2 BA15s C-6 2.25/57.2 1.42/36.1 200

1134 49619 3.91 6.2 BA15d C-2R 2.25/57.2 1.42/36.1 200

1139IF 00487 1.04 12.8 BA15s C-6 2.25/57.2 1.42/36.1 700

1141 40176 1.6 12.8 BA15s C-6 2.00/50.8 1.04/26.4 1,500

1141-BP 41066 1.6 12.8 BA15s C-6 2.00/50.8 1.04/26.4 1,500

1141IF 40115 1.6 12.8 BA15s C-6 2.00/50.8 1.04/26.4 1,000

1141LL 42514 1.6 12.8 BA15s C-6 2.00/50.8 1.04/26.4 2,000

1141LL-BP 40327 1.6 12.8 BA15s C-6 2.00/50.8 1.04/26.4 2,000

1142 40178 1.6 12.8 BA15d C-6 2.00/50.8 1.04/26.4 1,000

1142-BP 42164 1.6 12.8 BA15d C-6 2.00/50.8 1.04/26.4 1,000

1143 49635 1.98 12.5 BA15s C-2R 2.25/57.2 1.42/36.1 400

1143IF 49636 1.98 12.5 BA15s C-2R 2.25/57.2 1.42/36.1 400

1144 49637 1.98 12.5 BA15d C-2R 2.25/57.2 1.42/36.1 400

1152 40184 1.34 12.8 BA15d C-6 2.00/50.8 1.04/26.4 500

1154 40186 2.63/0.75 6.4/7 BAY15d C-6/C-6 2.00/50.8 1.04/26.4 200 / 1000

1154-BP 40121 2.63/0.75 6.4/7 BAY15d C-6/C-6 2.00/50.8 1.04/26.4 200 / 1000

1155 40188 0.59 13.5 BA15s C-6/C-6 1.44/36.6 0.75/19.1 5,000

1155-BP 40189 0.59 13.5 BA15s C-6/C-6 1.44/36.6 0.75/19.1 5,000

1156 40190 2.1 12.8 BA15s C-6 2.00/50.8 1.04/26.4 1,200

1156A 44030 2.1 12.8 BA15s C-6 2.00/50.8 1.04/26.4 1,200

1156A-BP 40215 2.1 12.8 BA15s C-6 2.00/50.8 1.04/26.4 1,200

1156B 00354 2.1 12.8 BA15s C-6 2.00/50.8 1.04/26.4 1,200

1156-BP 40191 2.1 12.8 BA15s C-6 2.00/50.8 1.04/26.4 1,200

1156DC 44334 2.1 12.8 BA15d C-6 2.00/50.8 1.04/26.4 1,200

1156G 00352 2.1 12.8 BA15s C-6 2.00/50.8 1.04/26.4 1,200

1156LL 42516 2.1 12.8 BA15s C-6 2.00/50.8 1.04/26.4 2,400

1156LL-BP 40323 2.1 12.8 BA15s C-6 2.00/50.8 1.04/26.4 2,400

1156NA 40193 2.1 12.8 BA15s C-6 2.00/50.8 1.04/26.4 1,200

1156NA-BP 44034 2.1 12.8 BA15s C-6 2.00/50.8 1.04/26.4 1,200

1156R 00351 2.1 12.8 BA15s C-6 2.00/50.8 1.04/26.4 1,200

1157 40194 2.1/0.59 12.8/14 BAY15d C-6/C-6 2.00/50.8 1.04/26.4 1200/5000

1157A 40197 2.1/0.59 12.8/14 BAY15d C-6/C-6 2.00/50.8 1.04/26.4 1200/5000

1157A-BP 40198 2.1/0.59 12.8/14 BAY15d C-6/C-6 2.00/50.8 1.04/26.4 1200/5000

1157-BP 40195 2.1/0.59 12.8/14 BAY15d C-6/C-6 2.00/50.8 1.04/26.4 1200/5000

1157LL 42518 2.1/0.59 12.8/14 BAY15d C-6/C-6 2.00/50.8 1.04/26.4 2400/10000

1157LL-BP 40321 2.1/0.59 12.8/14 BAY15d C-6/C-6 2.00/50.8 1.04/26.4 2400/10000

1157NA 40199 2.1/0.59 12.8/14 BAY15d C-6/C-6 2.00/50.8 1.04/26.4 1200/5000

1157NA-BP 40200 2.1/0.59 12.8/14 BAY15d C-6/C-6 2.00/50.8 1.04/26.4 1200/5000

1157NALL-BP 40339 2.1/0.59 12.8/14 BAY15d C-6/C-6 2.00/50.8 1.04/26.4 2400/10000

1158 40202 2.63/0.75 6.4/7 BA15d C-6/C-6 2.00/50.8 1.04/26.4 200 / 1000

1158-BP 42166 2.63/0.75 6.4/7 BA15d C-6/C-6 2.00/50.8 1.04/26.4 200 / 1000

1176 40204 1.34/0.59 12.8/14 BA15d C-6/C-6 2.00/50.8 1.04/26.4 300 / 1500

1176-BP 40205 1.34/0.59 12.8/14 BA15d C-6/C-6 2.00/50.8 1.04/26.4 300 / 1500

1178 49091 0.69 13.5 BA15d C-2V 1.44/36.6 0.75/19.1 5,000

1195 40210 3.0 12.5 BA15s C-2V 2.25/57.2 1.42/36.1 300

1196 40213 3.0 12.5 BA15d C-2V 2.25/57.2 1.42/36.1 300

1203 40232 0.71 28 BA15s C-6 2.00/50.8 1.04/26.4 400

1204 49080 0.71 28 BA15d C-6 2.00/50.8 1.04/26.4 400

1210X 49015 0.833 12 W2.1x9.5d C-2V 1.06/26.9 0.40/10.2 2,000

1211X 49017 0.917 12 W2.1x9.5d C-2V 1.06/26.9 0.40/10.2 5,000

1224 40234 0.16 32 BA15d C-2F 1.44/36.6 0.75/19.1 200

1224K 49692 0.16 32 E12 C-2F 1.38/35.1 0.75/19.1 200

1228 49693 0.45 32 BA15d C-6 2.00/50.8 1.04/26.4 150

1236X 49013 0.3 12 W2.1x9.5d C-2V 1.06/26.9 0.40/10.2 20,000


