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TaskWork LED Tape Light
24 Volt DC Indoor Dry

a WHITE: SELECT COLOR TEMPERATURE  
& LUMEN OUTPUT

LOW OUTPUT

32.8' Max Run Length 
100 Lumens / Ft. 
1.45 Watts / Ft. 

WARM WHITE 2,700K 
116L27 WH, BK 16' (24W)

1100L27 WH, BK 100'

 

PURE WHITE 3,000K 
116L30 WH, BK 16'  (24W)

1100L30 WH, BK 100'

 

COOL WHITE 4,000K 
116L40 WH, BK 16' (24W)

1100L40 WH, BK 100'

WARM WHITE 2,700K 
120H27 WH, BK 20' (80W)

1100H27 WH, BK 100'

 

PURE WHITE 3,000K 
120H30 WH, BK  20' (80W)

1100H30 WH, BK 100'

 

COOL WHITE 4,000K 
120H40 WH, BK 20' (80W)

1100H40 WH, BK  100'

BK

WH

LOW OUTPUT
Available Finishes 
Black (BK) and White (WH)

HIGH OUTPUT

20' Max Run Length 
200 Lumens / Ft. 
4 Watts / Ft. 

BK

WH

HIGH OUTPUT
Available Finishes 
Black (BK) and White (WH)

INDOOR DRY 
FEATURES 

80 CRI  
Expected life 50,000 hrs 
Tape can be cut every 4" and  

  reconnected
3M™ professional grade adhesive 
backing for an easy peel-and-stick 
installation
UL indoor dry location rated 
.4" Width, .1" Height

1SELECT 
LIGHT
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24 Volt DC Indoor Dry

I N D O O R  D R Y  

http://www.kichler.com/consumer/products/detail/116L27WH 

