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Powered attic Ventilators, gable and roof Mount
Housing Dimensions

Model Page Description L" W" H" CFM Sones amps Dome Color Dome Material

349BR 47 PAV–Roof Mount 221⁄4 Sq 241⁄2 Dia Dome 9 1000 n/a 4 Dark Brown Metal

350BK 47 PAV–Roof Mount 221⁄4 Sq 231⁄4 Dia Dome 8 1050 n/a 3.6 Black PVC

350BR 47 PAV–Roof Mount 221⁄4 Sq 231⁄4 Dia Dome 8 1050 n/a 3.6 Brown PVC

353 47 PAV–Gable Mount 15 Dia — 8 1020 n/a 3.4 — —

35316 47 PAV–Gable Mount 15 Dia — 8 1600 n/a 3.9 — —

355BK 47 PAV–Roof Mount 221⁄4 Sq 231⁄4 Dia Dome 8 1200 n/a 4.3 Black PVC

355BR 47 PAV–Roof Mount 221⁄4 Sq 231⁄4 Dia Dome 8 1200 n/a 4.3 Brown PVC

356BK 47 PAV–Roof Mount 221⁄4 Sq 231⁄4 Dia Dome 8 1600 n/a 8 Black PVC

356BR 47 PAV–Roof Mount 221⁄4 Sq 231⁄4 Dia Dome 8 1600 n/a 8 Brown PVC

358 47 PAV–Roof Mount 221⁄4 Sq 231⁄4 Dia Dome 8 1200 n/a 4.3 Silver Metal

Solar-Powered attic Ventilators—Surface, Curb, remote and gable
Housing Solar Panel Dome/Panel Dimensions (inches)

Model* Page Mount Color Material* Power Output Pieces Height" Width"  Length"
345CSOBK 48 Curb Black ABS Plastic 28 Watts 1 pc 11 29.875 26.625

345CSOWW 48 Curb Weathered Wood ABS Plastic 28 Watts 1 pc 11 29.875 26.625

345GOBK 49 Gable Black ABS Plastic 28 Watts 2 pcs .75 / 11 30 / 19.75 26.625 / 19.75

345GOWW 49 Gable Weathered Wood ABS Plastic 28 Watts 2 pcs .75 / 11 30 / 19.75 26.625 / 19.75

345RSOBK 49 Remote Black ABS Plastic 28 Watts 2 pcs .75 / 9 30 / 29.875 26.625 / 26.625

345RSOWW 49 Remote Weathered Wood ABS Plastic 28 Watts 2 pcs .75 / 9 30 / 29.875 26.625 / 26.625

345SOBK 48 Surface Black ABS Plastic 28 Watts 1 pc 9 29.875 26.625

345SOWW 48 Surface Weathered Wood ABS Plastic 28 Watts 1 pc 9 29.875 26.625
*All UV-enhanced ABS plastic housings may be painted to match roof color.

Bulb Heaters* 
Heater Housing Dimensions grille Dimensions

Model Page Wattage Volts amps BtU/hr W" H" D" W" H" grille Finish
161 45 250 120 2.1 853 83⁄8 63⁄8 81⁄8 101⁄4 101⁄4 White Polymeric

163 45 500 120 4.3 1707 141⁄4 63⁄8 83⁄8 155⁄8 101⁄4 White Polymeric

*See models 162 and 164 above for Ventilation Fan/Bulb Heater versions.

Heater/Fan/Lights
Sones, Lighting   Housing grille total Connected
HVI  Watts Main/  Dimensions Dimensions grille Duct Load In Heater

Model Page CFM Certified night Light  L" W" H" L" W" Finish Size" amps  Watts Wattage BtU
QTX110HL 43 110 0.9 120W/7W  175⁄8 113⁄8 75⁄8 20 15 White Polymeric 6 14.6 1710 1500 5120

QTX110HFLT 43 110 0.9
36W Fluor. (GU24 

Incl.)/7W
 175⁄8 113⁄8 75⁄8 20 15 White Polymeric 6 13.9 1626 1500 5120

100HL 44 100 2.0 100W 16 101⁄4 57⁄8 171⁄2 111⁄2 White Polymeric 4 14.5 1830 1500 5120

100HFL 44 100 2.0 27W Fluor. (Incl.) 16 101⁄4 57⁄8 171⁄2 111⁄2 White Polymeric 4 14.0 1760 1500 5120

162 45 70 3.5 *250W (1)  81⁄8 83⁄8 63⁄8 101⁄4 101⁄4 White Polymeric 4 2.5 300 250* 853

164 45 70 3.5 *250W (2)  141⁄4 83⁄8 63⁄8 155⁄8 101⁄4 White Polymeric 4 4.5 545 500* 1707

655 45 70 4.0 100W  141⁄4 81⁄4 53⁄4 163⁄4 105⁄8 White Polymeric 4 12.8 1545 1300 4437

656 45 — — 100W  141⁄4 81⁄4 53⁄4 163⁄4 105⁄8 White Polymeric — 11.9 1448 1300 4437

658 45 70 4.0 n/a  141⁄4 81⁄4 53⁄4 163⁄4 105⁄8 White Polymeric 4 11.9 1448 1300 4437

659 45 50 2.5 100W  141⁄4 81⁄4 53⁄4 163⁄4 105⁄8 White Polymeric 4 12.0 1472 1300 4437

Specifications


