
End of Life Protection........................................................................................ Yes
Ballast Type ........................................................................................ Electronic
Starting Method........................................................................ Modified Rapid Start
Input Line Voltage ................................................................................ 120VAC
Input Line Frequency ........................................................................ 50/60HZ
Lamp Life (rated) ........................................................................ 8,000 Hours
Color Temperature ................................................................................ 2700ºK
Color Rendering Index ................................................................................ 82
Minimum Starting Temperature ................................................................ -20ºF, -29ºC
Maximum Operating Temperature ........................................................ 160ºF, 71ºC
U.L. / C.U.L. Listed ........................................................................ Yes – E149698
FCC Compliance ........................................................................ Part 18, Subpart C
Lamp Operating Frequency ................................................................ 45 KHZ
Max. Open Circuit Voltage ................................................................................ 600V
Lamp Current Crest Factor ................................................................................ <1.60
Total Harmonic Distortion ........................................................................ <150%
High Power Factor Rated ................................................................................ >.50

Applications:

Special Application Options: (Ordering Suffix)

Features and Benefits

Specifications ( at full brightness )

                   

Notes Type

 performance in any position

Replaces Incandescent for: 
✚ Vanity Strips
✚ Closet Lights
✚ Sconces

✚ Table Lamps
✚ Ceiling Fixtures

SpringLamp® 8,000 Hours

ISO 9002
CERTIFIED

Special Notes

 weatherproof fixture.
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warranty for any mis-application 
of these products. 

Globe Lamps G25, G30, G40 Series Specifications

12 MONTH
WARRANTY

Incandescent
Wattage

Comparison

®

G30 G40G25

6.8”

5.0”

5.0”

3.7”

4.2”

3.1”
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