
Bi-metal SPEED SLOT ™  Hole Saws



CONTRACTOR’S HOLE SAW 5 PACKS

H O L E  S AW S

DIAMETER 1 PER BOX
PROD NO 

1 PER BLISTER SEAL
PROD NO 

ARBORED 1-PACK
PROD NO

     PIPE TAP       PIPE ENTRANCE USE ARBOR

IN MM IN MM IN MM SNAP-BACK™ STANDARD

2-3/4 69.9 3004444L 1771990 1772961 — — — — 2L, 6L 2L, 3L, 6L or 7L

2-7/8 73.0 3004646L 1787844 1772962 — — — — 2L, 6L 2L, 3L, 6L or 7L

3 76.2 3004848L 1772021 1772963 — — 2-1/2 63.5 2L, 6L 2L, 3L, 6L or 7L

3-1/8 79.4 3005050L 1772022 1772964 — — — — 2L, 6L 2L, 3L, 6L or 7L

3-1/4 82.6 3005252L 1772023 1772966 3 76.2 — — 2L, 6L 2L, 3L, 6L or 7L

3-3/8 85.7 3005454L 1787845 1772945 — — — — 2L, 6L 2L, 3L, 6L or 7L

3-1/2 88.9 3005656L 1772012 1772946 — — — — 2L, 6L 2L, 3L, 6L or 7L

3-5/8 92.1 3005858L 1772013 1772949 — — 3 76.2 2L, 6L 2L, 3L, 6L or 7L

3-3/4 95.3 3006060L 1787846 1772950 3-1/2 85.7 — — 2L, 6L 2L, 3L, 6L or 7L

3-7/8 98.4 3006262L 1787847 1773001 — — — — 2L, 6L 2L, 3L, 6L or 7L

4 101.6 3006464L 1772014 1773002 — — — — 2L, 6L 2L, 3L, 6L or 7L

4-1/8 104.8 3006666L 1772018 1773003 — — 3-1/2 85.7 2L, 6L 2L, 3L, 6L or 7L

4-1/4 108.0 3006868L 1772019 1773004 4 95.3 — — 2L, 6L 2L, 3L, 6L or 7L

4-3/8 111.1 3007070L 1787848 1773005 — — — — 2L, 6L 2L, 3L, 6L or 7L

4-1/2 114.3 3007272L 1772075 1773006 — — — — 2L, 6L 2L, 3L, 6L or 7L

4-5/8 117.5 3007474L 1787850 — — — 4 95.3 2L, 6L 2L, 3L, 6L or 7L

4-3/4 120.7 3007676L 1772076 1773008 4-1/2 108.0 — — 2L, 6L 2L, 3L, 6L or 7L

5 127.0 3008080L 1772077 — — — — — 2L, 6L 2L, 3L, 6L or 7L

5-1/2 139.7 3008888L 1787785 — — — — — 2L, 6L 2L, 3L, 6L or 7L

6 152.4 3009696L 1772121 — — — — — 2L, 6L 2L, 3L, 6L or 7L

PROD NO IN MM

10735B14L 7/8 22.2

10736B16L 1 25.4

10737B18L 1-1/8 28.6

10738B20L 1-1/4 31.8

10739B22L 1-3/8 34.9

10740B24L 1-1/2 38.1

10741B28L 1-3/4 44.5

10742B32L 2 50.8

VALUE & CONVENIENCE
Unique packaging provides value and 
convenience for high volume users
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