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U	  Bolts	  Zinc	  Plated	  (Contains	  2	  Hex	  Nuts	  Per	  Bolt)

Peco Hex	  Nuts Pipe
Catalog# Per	  Bolt Size A B C T

304 2 1/2 1/4-‐20 1-‐3/4 1" 1"
308 2 3/4 1/4-‐20 2-‐1/4 1-‐1/8 1-‐1/2
309 2 1" 1/4-‐20 2-‐3/4 1-‐3/8 1-‐3/4
310 2 1-‐1/2 1/4-‐20 3-‐1/2 2" 1-‐3/4
320 2 1" 5/16-‐18 2-‐1/2 1-‐3/8 1-‐1/4
322 2 1-‐1/4 5/16-‐18 3" 1-‐3/4 1-‐1/2
324 2 1-‐1/2 5/16-‐18 3-‐1/4 2" 1-‐1/2
327 2 2" 5/16-‐18 3-‐1/2 2-‐1/2 1-‐1/2
330 2 2" 3/8-‐16 3-‐5/8 2-‐1/2 1-‐3/4
332 2 2-‐1/2 3/8-‐16 4-‐1/8 3" 1-‐3/4
334 2 3" 3/8-‐16 4-‐5/8 3-‐1/2 2"
344 2 4" 1/2-‐13 6-‐1/2 4-‐1/2 2-‐1/2

Chicago Hardware and Fixture Company Since 191250

STAINLESS STEEL SECTION

ROUND BEND U-BOLTS – TYPE 304 STAINLESS STEEL

*Full Stock Diameter with Cut Thread

Stainless Steel U-Bolts
& 2 Nuts

Stainless Steel U-Bolts
Plates & 2 Nuts

Dimensions Pipe Stock Part Weight Stock Part Weight
U-Bolts Only (A x C x B) Size No. No. Per 100 No. No. Per 100

1/4" x 9/16" x 1-1/4" 1/4" 01SS 50405 8 5 1SS 50605 2 7

1/4" x 3/4" x 1-1/4" 3/8" 02SS 50408 9 5 2SS 50608 3 7

1/4" x 3/4" x 2-1/4" 3/8" 03SS 50411 9 7 3SS 50611 3 9

1/4" x 1" x 1-3/4" 1/2" 04SS 50414 0 7 4SS 50614 4 9

1/4" x 1-1/8" x 2" 3/4" 05SS 50420 1 7 5SS 50620 5 9

1/4" x 1-1/4" x 2-1/4" 3/4" 06SS 50426 3 7.5 6SS 50626 7 10

1/4" x 1-1/2" x 2-3/4" 1" 07SS 50429 4 9 7SS 50629 8 12

1/4" x 1-3/4" x 3" 1-1/4" 08SS 50432 4 9 8SS 50632 8 12

1/4" x 2" x 3-1/4" 1-1/2" 09SS 50435 5 9.5 9SS 50635 9 14

5/16" x 1" x 2-3/16" 1/2" 010SS 50438 6 11 10SS 50638 0 14

5/16" x 1-3/8" x 2-3/16" 1" 011SS 50444 7 12 11SS 50644 1 15

5/16" x 1-1/2" x 2-3/16" 1" 012SS 50450 8 12 12SS 50650 2 15

5/16" x 1-3/4" x 2-11/16" 1-1/4" 013SS 50453 9 13 13SS 50653 3 17.5

5/16" x 2" x 2-11/16" 1-1/2" 014SS 50459 1 14 14SS 50659 5 19

5/16" x 2-1/2" x 3-3/16" 2" 015SS 50465 2 16 15SS 50665 6 21

5/16" x 3" x 3-11/16" 2-1/2" 016SS 50471 3 18 16SS 50671 7 24

3/8" x 1" x 2-1/4" 1/2" 017SS 50474 4 17.5 17SS 50674 8 22.5

3/8" x 1-1/4" x 2-1/4" 3/4" 018SS 50477 5 18 18SS 50677 9 24

3/8" x 1-1/2" x 2-1/2" 1" 019SS 50480 5 18.5 19SS 50680 9 26

3/8" x 1-3/4" x 2-3/4" 1-1/4" 020SS 50483 6 20 20SS 50683 0 27.5

3/8" x 2" x 2-5/8" 1-1/2" 021SS 50486 7 20 21SS 50686 1 29

3/8" x 2-1/2" x 3-1/8" 2" 022SS 50489 8 24.5 22SS 50689 2 33

3/8" x 3" x 3-5/8" 2-1/2" 023SS 50492 8 26 23SS 50692 2 38

3/8" x 3-1/2" x 4-1/8" 3" 024SS 50495 9 30 24SS 50698 4 42.5

1/2" x 3" x 4-1/2" 2-1/2" 025SS 50497 3 59 25SS 50701 1 71

1/2" x 3-1/2" x 5" 3" 026SS 50500 0 64 26SS 50704 2 78

1/2" x 4" x 5-1/2" 3-1/2" 027SS 50503 1 70 27SS 50710 3 87

1/2" x 4-1/2" x 6" 4" 028SS 50506 2 75 28SS 50713 4 92.5

1/2" x 5-5/8" x 7-1/4" 5" 029SS 50509 3 90 N.A. N.A. N.A.

1/2" x 6-3/4" x 8-3/8" 6" 030SS 50512 3 101 N.A. N.A. N.A.

1/2" x 8-3/4" x 10-3/8" 8" 031SS 50515 4 120 N.A. N.A. N.A.

*3/4" x 10-7/8" x 13-13/16" 10" 032SS 50560 4 440 N.A. N.A. N.A.

*7/8" x 12-7/8" x 16-1/16" 12" 033SS 50570 3 710 N.A. N.A. N.A.

*7/8" x 14-1/8" x 17-5/16" 14" 034SS 50574 1 755 N.A. N.A. N.A.

*7/8" x 16-1/8" x 19-5/16" 16" 035SS 50578 9 850 N.A. N.A. N.A.

See pages 32-34 for additional
dimensional information.

Made in USA


