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Fluorescent Lamps

Westinghouse Lighting is expanding the EcoMax® fluorescent product line. EcoMax® can be
used wherever specifications call for TCLP (Toxicity Characteristic Leaching Procedure)
compliant fluorescent lamps.

Reduced Mercury

» Contains up to 70% less mercury than standard fluorescent lamps
e TCLP compliant

Economical and Environmental

» Less mercury and fewer lamps in landfills, along with energy efficiency,
reduce the negative impact on the environment

Long Life
e 18,000-24,000 hours

aillable in a full range of colors, including standard and high CRI lamps
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Call 1-800-999-2226 EST/CST, 1-800-421-343
215-671-2172 outside the the U.S., or log on a
www.westinghouselightbulbs.com
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EcoMax® Specifications:

Item # Watts Domestic Code Color Avg Rated Hours Kelvin Lumens Master Qty CRI
37301 32 F32T8/730/ECOMAX 730 20,000 3000 2850 36 78
37321 32 F32T8/730/ECOMAX 730 20,000 3000 2850 25 78
37289 32 F32T8/730/ECOMAX/PLUS 730 24,000 3000 2850 25 78
37302 32 F32T8/735/ECOMAX 735 20,000 3500 2850 36 78
37322 32 F32T8/735/ECOMAX 735 20,000 3500 2850 25 78
37288 32 F32T8/735/ECOMAX/PLUS 735 24,000 3500 2850 25 78
37303 32 F32T8/741/ECOMAX 741 20,000 4100 2850 36 78
37323 32 F32T8/741/ECOMAX 741 20,000 4100 2850 25 78
37287 32 F32T8/741/ECOMAX/PLUS 741 24,000 4100 2850 25 78
37314 32 F32T8/750/ECOMAX 750 20,000 5000 2750 25 78
37304 32 F32T8/830/ECOMAX 830 20,000 3000 2950 36 86
37324 32 F32T8/830/ECOMAX 830 20,000 3000 2950 25 86
37293 32 F32T8/830/ECOMAX/PLUS 830 24,000 3000 2950 25 86
37305 32 F32T8/835/ECOMAX 835 20,000 3500 2950 36 86
37411 32 F32T8/835/ECOMAX 835 20,000 3500 2950 25 86
37292 32 F32T8/835/ECOMAX/PLUS 835 24,000 3500 2950 25 86
37306 32 F32T8/841/ECOMAX 841 20,000 4100 2950 36 86
37413 32 F32T8/841/ECOMAX 841 20,000 4100 2950 25 86
37291 32 F32T8/841/ECOMAX/PLUS 841 24,000 4100 2950 25 86
37307 32 F32T8/850/ECOMAX 850 20,000 5000 2950 25 86
37290 32 F32T8/850/ECOMAX/PLUS 850 24,000 5000 2950 25 86
37329 34 F34T12/730/ES/ECOMAX 730 20,000 3000 2800 30 70
37328 34 F34T12/735/ES/ECOMAX 735 20,000 3500 2800 30 73
37327 34 F34T12/741/ES/ECOMAX 741 20,000 4100 2800 30 70
37348 34 F34T12/830/ES/ECOMAX 830 20,000 3000 2900 30 85
37336 34 F34T12/835/ES/ECOMAX 835 20,000 3500 2900 30 85
37334 34 F34T12/841/ES/ECOMAX 841 20,000 4100 2900 30 85
37333 34 F34T12/850/ES/ECOMAX 850 20,000 5000 2880 30 85
37326 34 F34T12/CW/ES/ECOMAX Cool White 20,000 4100 2650 30 62
37318 32 FB32T8/730/6/ECOMAX 730 20,000 3000 2650 20 75
37319 32 FB32T8/735/6/ECOMAX 735 20,000 3500 2650 20 75
37320 32 FB32T8/741/6/ECOMAX 741 20,000 4100 2650 20 75
37315 32 FB32T8/830/6/ECOMAX 830 20,000 3000 2800 20 85
37316 32 FB32T8/835/6/ECOMAX 835 20,000 3500 2800 20 85
37317 32 FB32T8/841/6/ECOMAX 841 20,000 4100 2800 20 85
37378 34 FB34T12/CW/6/ES/ECOMAX Cool White 18,000 4100 2400 12 62
37377 34 FB34T12/WW/6/ES/ECOMAX Warm White 18,000 3000 2400 12 53
37296 40 FB40/730/6/ECOMAX 730 18,000 3000 3050 12 70
37295 40 FB40/735/6/ECOMAX 735 18,000 3500 3050 12 73
37294 40 FB40/741/6/ECOMAX 741 18,000 4100 3050 12 70
37400 40 FB40/830/6/ECOMAX 830 18,000 3000 3100 12 85
37298 40 FB40/835/6/ECOMAX 835 18,000 3500 3100 12 85
37297 40 FB40/841/6/ECOMAX 841 18,000 4100 3100 12 85
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