IIHll

| n n |
| W |
= - ~

A u-shaped conduit support device used to anchor conduit
to interior or exterior surfaces. Two holes in the feet of the
clamp allow mounting with screws or nails.

¢ Durable non-conductive PVC will not rust
or corrode

¢ For use with Schedule 40 & 80 conduit

¢ UL and CSA listed

¢ Made in USA
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*5133736 12 300 1.688 | 2.188 1.000
*5133737 3/4 200 2.000 | 2.500 1.250
*5133738 1 200 2250 | 2.813 1.500
*5133733 1-1/4 200 2.500 3.125 1.813
*5133734 1-1/2 200 2.688 | 3.375 | 2.125
*5133735 2 200 3.313 | 4.000 | 2.563
**5133739 2-1/2 100 4.563 5.500 3.000
**5133740 3 100 5.125 | 6.000 | 3.563
**5133353 4 100 6.000 | 7.000 | 4.625

Dimensions are nominal

*Requires two #10 screws for installation (not included).
**Requires two #14 screws for installation (not included).
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SINGLE SOURCE FOR PVC ELECTRICAL

CANTEX offers an all-inclusive line of Schedule 40 & Schedule 80 PVC
electrical fittings and accessories. With several decades of experience
manufacturing PVC fittings and accessories, you can trust CANTEX to
provide quality products.

All of our PVC fittings are easy-to-install and offer non-conductivity, high
impact, tensile strength, industry certifications, and resistance to a wide
range of chemicals, acids, and salt. Our schedule 40 & 80 fittings and
accessories connect seamlessly with other standard schedule 40 & 80
products making it easy to convert entire electrical infrastructures to
PVC. See our full line of PVC electrical products at www.cantexinc.com.
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