
5510BK-MSP

Wallplate 1 Port Modular Mid Size BK

Brand Name: Eaton
Sub Brand: MediaSync
Type: Video
Special Features: Material Die-Cast Body With Mounting Tabs
And Ground Screw
Application: CATV
Size: Standard F- connector Input & Outputs
Gang: 0
Cutout: 2 Way Splitter
Material: Video Accessorie
Color: Green
Mounting: Screw
Construction: Die Cast Body With Mounting Tabs

032664667657UPC:

5510B-MSP

Wallplate 1 Port Modular Mid Size BR

Brand Name: Cooper Wiring Devices
Sub Brand: ARROW HART
Type: (1) Toggle Switch
Special Features: Opening Configuration 0.40 In Width X 0.93 
In Height
Application: Commercial
Size: Standard, 2.75 In Width X 4.50 In Height
Gang: 1
Material: Brass
Thickness: 0.040 In
Construction: Corrosion Resistant

032664667640UPC:

5510GY-MSP

Wallplate 1 Port Modular Mid Size GY 

Brand Name: Cooper Wiring Devices
Sub Brand: ARROW HART
Type: (2) Toggle Switch
Special Features: Opening Configuration 0.40 In Width X 0.93 
In Height
Application: Commercial
Size: Standard, 4.56 In Width X 4.50 In Height
Gang: 2
Material: Brass
Thickness: 0.040 In
Construction: Corrosion Resistant

032664667633UPC:



5510LA-MSP

Wallplate 1 Port Modular MidSize LA

Brand Name: Cooper Wiring Devices
Sub Brand: ARROW HART
Type: (3) Toggle Switch
Special Features: Opening Configuration 0.40 In Width X 0.93 
In Height
Application: Commercial
Size: Standard, 6.37 In Width X 4.50 In Height
Gang: 3
Material: Brass
Thickness: 0.040 In
Construction: Corrosion Resistant

032664654831UPC:

5510V-MSP

Wallplate 1 Port Modular MidSize IV

Brand Name: Cooper Wiring Devices
Sub Brand: ARROW HART
Type: (1) Single Receptacle
Special Features: Opening Configuration 1.406 In Diameter
Application: Commercial
Size: Standard, 2.75 In Width X 4.50 In Height
Gang: 1
Material: Brass
Thickness: 0.040 In
Construction: Corrosion Resistant

032664654848UPC:

5510W-MSP

Wallplate 1 Port Modular MidSize WH

Brand Name: Cooper Wiring Devices
Sub Brand: ARROW HART
Type: (1) Duplex Receptacle
Special Features: Opening Configuration 1.31 In Width X 0.76 
In Height
Application: Commercial
Size: Standard, 2.75 In Width X 4.50 In Height
Gang: 1
Material: Brass
Thickness: 0.040 In
Construction: Corrosion Resistant

032664654855UPC:


