BI-METAL RECIPROCATING
SAW BLADES
Built Stronger. Cuts Longer.

POWER BLAST TECHNOLOGY' INCREASES BLADE LIFE
High speed blasting along the cutting edge strengthens
the blade to reduce breaks and increase durability

LONG BLADE LIFE & INCREASED VERSATILITY

Patented T2 Technology™ reduces cutting forces on each K I l_E
imizes chi | o allow effic | i SENOX g
tooth and optimizes chip removal to allow efficient cutting ¥
in a wide range of materials M F&E
—=POWERBLAST
TECHNOLOGY"
Built Stronger
Cuts Longer*
LENGTH X WIDTH X THICKNESS 1-PACK 5-PACK 10-PACK 25-PACK 50-PACK
TPI IN MM PROD NO PROD NO PROD NO PROD NO PROD NO APPLICATION
4 6x 3/4x.050 152x19x 1.3 20574S634R**  20575634R** — — — %
6 4x3/4x.050 102x19x 1.3 — 20449456RP** — — —
L) “‘-..w/
E 6 6x3/4x.050 152x19x 1.3 20571S636RP** 20570636RP** — 20497B636RP** —
'5 6 6x3/4x.035 152x19x.9 20559S606R 20560606R — 20492B606R — \k
(&)
o K 6x7/16x.050 152x11x1.3 20557S676RC** 20556676RC** — — — “
(=]
g 6 6x 3/4x.050 152x19x 1.3 20573S656R 20572656R 1861220 20530B656R 227500SB656R
6 9x3/4x.050 229x19x 1.3 20587S956R 20582956R 1861354 20558B956R 227520SB956R %*
6 12 x 3/4 x .050 305x19x 1.3 20586S156R 20585156R 1861769 20495B156R 227550SB156R
- 10 6x3/4x.035 152x19x.9  20561S610R 20562610R — 20493B610R 227610SB610R
>4
8 10 8x3/4x.050 203x19x 1.3 20581S810R 20580810R 1861352 20590B810R 227530SB810R
[
g 10/14 6x3/4x.050 152x19x 1.3 20592650R* 20374650R5 — 20515B650R —
-~ ;
gl 10/14 8x3/4x.050 203x19x 1.3 — 20577850R — 20535B850R — ‘3‘
<
E 10/14  12x3/4x.050 305x19x 1.3 20584S110R 20583110R — 20491B110R 227580SB110R
E 10/14 6x3/4x.035 152x19x.9 — 12129635R — — —
C >
10/14 8x3/4x.035 203x19x.9 — 12130835R — — —
B 14 3-5/8x5/16x.035 92x8x.9 — 20520314RC — — — ‘
<
E 14 4x3/4x.035 102x19x.9 — 20550414R — 20488B414R 227600SB414R
5 14 6x3/4x.035 152x19x.9  20565S614R 20564614R 1861216 20494B614R 227560SB614R
% 14 8x3/4x.035 203x19x.9 — 21519814R — 1855567 1855570 t g
Ll 14 9x3/4x.050 225x19x 1.3 205119514R* — — — —
3-5/8x5/16x.035 92x8x.9 20522S318RC  20521318RC — — — . t
= 4x3/4x.035 102x19x.9 20553S418R 20552418R — 20489B418R 227590SB418R
=4
o |.||-.| 6x3/4x.035 152x19x.9  20567S618R 20566618R 1861217 20529B618R 227510SB618R .
g 8
= = 8x3/4x.035 203x19x.9 20563S818R 20578818R 1861353 20487B818R 227540SB818R {\‘
12x3/4x.035 305x29x.9 — 21510118R — 21511B118R —
iy 24 4x3/4x.035 102x19x.9 — 20554424R — 20490B424R —
Z2< o
T |.||-J 24 6x3/4x.035 152x19x.9  20569S624R 20568624R 1861218 20496B624R 227570SB624R "_'\\
=
= 24 8x3/4x.035 203x19x.9 — 20579824R — — —

*This item is a 2-pack. **Blades do not feature T2 Technology .
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LENOX DIAMOND™ RECIPROCATING SAW BLADES
Cuts Cast. Fast.

LASTS LONGER
Nickel alloy-brazed diamond particles maintain sharpness
to keep cutting after conventional carbide grit fails

CUTS 3X FASTER*
A narrow kerf design enables thinner, faster cuts

STRAIGHT, CLEAN CUTS
Unlike bulky snap cutters which crush pipes and leave
ragged, uneven cuts, LENOX DIAMOND cuts clean.

Durable chrome alloy backing steel provides extra stability

*Speed measured cutting 4" cast iron pipe at maximum speed vs. the leading competitor.

LENGTH X WIDTH X THICKNESS 1-PACK APPLICATION
IN MM PROD NO
8x3/4x.040 203x19x 1 10833800RDG

9x3/4x.082  225x19x1.07  1766338* Cast lron, Tile, Brick
and Natural Stone
11x3/4x.002  275x19x1.07 1766356*

* Double Tang.

CARBIDE GRIT RECIPROCATING SAW BLADES
For Cutting Non-Metallic Materials

HIGH PERFORMANCE IN ABRASIVE MATERIALS
Cuts through tough materials that resist chip-forming, including
ceramics, pipe, man-made stone, brick, marble and more

SMOOTH, QUICK CcUTS
Uniformly applied, durable carbide grit particles on a flexible blade
provide fast cuts without snagging or binding
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LENGTH X WIDTH X THICKNESS 2-PACK APPLICATION
IN MM PROD NO GRIT
6x3/4x.032 152x19x.8 20505600RG Medium
. Fiberglass, Ceramic Tile, i
4x.04 2 19x1 2057 R M .
8x3/4x.040  203x19x 0576800RG edium Cultured Marble, Clays, Brick ‘ ‘f
10x3/4x.050 254x19x1.3 20506100RG Medium

RECIPROCATING SAW BLADES Customer Service 800-628-8810
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EXTRA SHARP FLEAM GROUND
RECIPROCATING BLADES

Fast, Clean Cutting in Wood or Plastic

BI-METAL CONSTRUCTION
Durable and flexible to survive nail strikes

FLEAM GROUND TOOTH FORM
Fast, clean wood cutting

IDEAL FOR CLEAN WOOD, PLASTIC PIPE
AND TREE PRUNING

LENGTH X WIDTH X THICKNESS 5-PACK

TPI IN MM PROD NO APPLICATION
6 6 x 3/4x.050 152x19x 1.3 121016 W6R . .

Clean Wood, Plastics, Pruning % .
6 9x3/4x.050  229x19x1.3 121029W6R

PALLET DISMANTLING RECIPROCATING SAW BLADES
High Performance Cutting for Pallet Refurbishing

ENGINEERED FOR STRENGTH
Specially treated to enhance performance and withstand
nail strikes to keep cutting fast

LONG CUTTING LIFE
Patented tooth design and a rounded nose provide long
blade life and enable easy access in tight spots

LENGTH X WIDTH X THICKNESS 250-PACK

TPI IN MM PROD NO APPLICATION
10 8x3/4x.035 203x 19x.9 10729810RPC

Dismantling Pallets
10 10x3/4x.035  254x19x.9 107301010RPC

RECIPROCATING SAW BLADES
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RECIPROCATING SAW BLADE KITS

1839466
5 PIECE
METAL CUTTING KIT

LENGTH X WIDTH X THICKNESS

121439KPE QTY PRODNO  TPI IN MM
9 PIECE 8 618R 18 6x3/4x.035 152x19x.9
GENERAL PURPOSE KIT 2 8I18R 18 8x3/4x.035  203x19x.9
Includes Storage Case
LENGTH X WIDTH X THICKNESS
QTY PRODNO TPI IN MM
2 656R 6 6x 3/4 x.050 152x19x 1.3
2 624R 24 6x3/4x.035 152x19x.9 1839467
2 818R 18 8x3/4x.035 203x19x.9 5 PIECE
2 810R 10 8x3/4 x.050 203x19x 1.3 WO0OD CUTTING KIT
1 960R 10 9x7/8x.062 229x22x 1.6
LENGTH X WIDTH X THICKNESS
QTY PROD NO TPI IN MM
3 656R 6 6x3/4x.050 152x19x 1.3
2 956R 6 9x3/4x.050 229x19x 1.3
1214412RKD 1839465
12 PIECE 5 PIECE

DEMOLITION KIT
Includes Storage Case

DEMOLITION KIT

LENGTH X WIDTH X THICKNESS

LENGTH X WIDTH X THICKNESS OTY PRODNO  TPI IN MM
QTY PRODNO TPI IN MM 1 6066R 6 6x1x.062 150x25x 1.6

3 6066R 6  6x7/8x.062  150x22x 1.6 1 6114R 14 6x1x.035 150 x 25 .9
8 MR 14 BxTx.035  150x25x.9 1 9114R 14 9x1x.035  229x25x.9
2 9114R 14 9x1x.035 229x25x.9 . 966R 6 9y 1x.062 299 x 25 x 1.6
2 966R 6  9x7/8x.062  229x22x 1.6
2 960R 10 9x7/8x.062  229x22x 16 [ JU col Uil iR L

20502546A 1073415RKG

5 PIECE 15 PIECE

GENERAL PURPOSEKIT
4" and 6" Blade Assortment

GENERAL PURPOSEKIT
Includes Storage Case

LENGTH X WIDTH X THICKNESS LENGTH X WIDTH X THICKNESS
QTY PRODNO TPI IN MM QTY PRODNO TPI IN MM
1 414R 14 4x3/4x.035 102x 19x.9 5 614R 14 6x3/4x.035 152x19x.9
1 418R 18 4x3/4x.035 102x 19x.9 5 618R 18 6x3/4x.035 152x19x.9
1 614R 14 6x3/4x.035 152x19x.9 5 656R 6 6x3/4x.050 152x 19x 1.3
1 618R 18 6x3/4x.035 152x19x.9
1 656R 6 6x3/4x.050 152x19x 1.3

RECIPROCATING SAW BLADE KITS Customer Service 800-628-8810
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