AN Fasreners & Elecrrical Products

Atlanta, Georgia
Phone 800-521-7326 Fax 770-745-1333

Wedge Anchors - 304 & 316 Stainless Steel

304SS 316SS Overall Thread Ansi Minimum Concrete Of 2000 PSI Box

Part # Part # Diameter Length Length Drill Size | Embedment Tension LB Sheer LB | Quantity
7300 7600 1/4 1-3/4 1/2 1/4 1-1/2 450 386 100
7302 7602 1/4 2-1/4 1" 1/4 1-1/2 450 386 100
7304 7604 1/4 3-1/4 2" 1/4 1-1/2 450 386 100
7312 7612 3/8 2-3/4 1" 3/8 2 775 682 50
7313 7613 3/8 3 1-1/2 3/8 2 775 682 50
7315 7615 3/8 3-3/4 3-1/4 3/8 2 775 682 50
7316 7616 3/8 5 3-1/2 3/8 2 775 682 50
7320 7620 1/2 2-3/4 5/8 1/2 2 1300 1091 50
7322 7622 1/2 3-3/4 2" 1/2 2-1/2 1300 1091 50
7323 7623 1/2 4-1/4 2-5/8 1/2 2-1/2 1300 1091 25
7324 7624 1/2 5-1/2 3-1/4 1/2 2-1/2 1300 1091 25
7326 7626 1/2 7 3-1/2 1/2 2-1/2 1300 1091 25
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Values shown are average allowable loads using a safety factor of 4

Peco Fasteners specification sheets are a reference guide to help in the selection of fasteners. Peco has made every effort to ensure the
accuracy of the information. However, Peco Fasteners is not responsible for any errors that may be contained within these sheets. Peco
Fasteners makes no claim of warranty in the accuracy of this information. Users of this information are solely responsible for protecting
themselves against liability. It is solely the responsibility of the purchasers and users of these fasteners to consult with Engineers that
are experts in an applicable field. Peco Fasteners is not responsible for any loss, claim, or damage due to these specification sheets.




