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Threaded - Both Ends
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Bridgeport Fittings Inc.
705 Lordship Blvd.
Stratford, CT 06615

Phone: 203-377-5944
Fax: 203-381-3488

Application
Used for connecting rigid or IMC to form 90 Degrees
bend. Removable cover and neoprene gasket facilitate
wire pulling.

Product Information

Zinc Die Cast
Body: Ball burnished, mirror smooth,
Steel cover: Zinc electro-plate

Material:
Finish:

Certifications & Codes:

Federal Specification Number:  A-A-50553
NEMA Standard: FB-1

UL File Number: E9391

UL Standard: UL-514B
UNSPSC: 39131717

Catalog ID: 82-DC
UPC Number: 781747090829

Description: Pull Elbow, Rigid to Rigid, Zinc Die Cast, Size
3/4 Inch

Application: Used for connecting rigid or IMC to form 90
Degrees bend. Removable cover and neoprene gasket
facilitate wire pulling.

Trade Size: 3/4"
Std Pkg Qty: 50
Unit Qty: 5


http://198.61.245.123/Home/ImageDownload?path=/Public/images/ProductPhotos/82-DC.png
http://198.61.245.123/Home/ImageDownload?path=/Public/images/DimensionalDrawings/D_82-DC.png

