
Xenon Festoon
Ambiance Lx Xenon Festoons revolutionized the under 
cabinet lighting industry and continue to be an industry 
standard. They are available in 5, 7 and 10 watts and 
12 or 24V. Choose from a wide beam or directional 
lampholder to easily position light where you need it 
(lampholder sold separately).

Item Number 97118(-xx) 97119(-xx) 97120(-xx) 97121(-xx) 97122(-xx)

Color Temperature 2550°K 2650°K 2550°K 2650°K 2420°K

Voltage 12V AC 12V AC 24V AC 24V AC 24V AC

Rated Watts 5 watts 10 watts 5 watts 10 watts 7 watts

Power Consumption 4.2 watts 8.4 watts 4.2 watts 8.4 watts 6.7 watts

Lumens 33 83 33 83 46

Efficacy 8 lm/w 10 lm/w 8 lm/w 10 lm/w 7 lm/w

Rated Average Life 16,000 hours 12,000 hours 16,000 hours 12,000 hours 95,000 hours

Lamp Base Festoon

Color Rendering Index >90 CRI

Min. Spacing 2" on center

Dimmable Yes

Material / Finish (-32) Clear and (-33) Frosted (-33) Frosted

STEP 1 Choose a Lamp & Lampholder

          Distance to Illuminated Surface

Lamp Item # Lampholder Spacing 6" 12" 18" 24" 30"

97118(-xx)
(5w, 12V)

97120(-xx)
(5w, 24V)

2" 114 52 24 14 10

4" 71 32 15 8.9 6.4

6" 64 29 13 8 5.7

8" 57 26 12 7.1 5.1

10" 51 23 11 6.3 4.5

12" 45 20 9.5 5.6 4.0

97119(-xx)
(10w, 12V)

97121(-xx)
(10w, 24V)

4" 179 81 38 22 16

6" 160 72 34 20 14

8" 142 64 30 18 13

10" 128 58 27 16 11

12" 114 52 24 14 10

Footcandle & Spacing Chart

NOTE: Lamps in chart below only compatible with Festoon Lampholder 9830 and Festoon Adjustable Lampholder 94323 (page 13).
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Lamp Reference Chart
12 VOLT

24 VOLT

Lamp Image Item Number Description Lamp Type Lamp Base Watts Rated

96117S-32 clear LED festoon 2700K T3 Festoon 0.708

96117S-33 frosted LED festoon 2700K T3 Festoon 0.708

96120S-32 clear LED festoon 3000K T3 Festoon 0.633

96120S-33 frosted LED festoon 3000K T3 Festoon 0.633

96121S-32 clear LED festoon 4000K T3 Festoon 0.661

96121S-33 frosted LED festoon 4000K T3 Festoon 0.661

97120-32 5w clear xenon festoon T3 Festoon 5

97120-33 5w frosted xenon festoon T3 Festoon 5

97121-32 10w clear xenon festoon T3 Festoon 10

97121-33 10w frosted xenon festoon T3 Festoon 10

97122-33 7w frosted xenon festoon T3 Festoon 7

9775 18w clear xenon wedge T5 Wedge 18

97004 20w MRC11 halogen MRC11 GU4 Bi-Pin 20

Lamp Image Item Number Description Lamp Type Lamp Base Watts Rated

96116S-32 clear LED festoon 2700K T3 Festoon 0.708

96116S-33 frosted LED festoon 2700K T3 Festoon 0.708

96118S-32 clear LED festoon 3000K T3 Festoon 0.633

96118S-33 frosted LED festoon 3000K T3 Festoon 0.633

96119S-32 clear LED festoon 4000K T3 Festoon 0.661

96119S-33 frosted LED festoon 4000K T3 Festoon 0.661

97118-32 5w clear xenon festoon T3 Festoon 5

97118-33 5w frosted xenon festoon T3 Festoon 5

97119-32 10w clear xenon festoon T3 Festoon 10

97119-33 10w frosted xenon festoon T3 Festoon 10

9727 3w clear incandescent wedge T3 1/4 Wedge 3

9728 5w clear incandescent wedge T3 1/4 Wedge 5

9729 5w clear incandescent wedge T3 1/4 Wedge 5

9731 3w clear xenon wedge T3 1/4 Wedge 3

9732 5w clear xenon wedge T3 1/4 Wedge 5

9774 18w clear xenon wedge T5 Wedge 18

9776 8w clear incandescent wedge T5 Wedge 8

9777 12w clear incandescent wedge T5 Wedge 12

9778 18w clear incandescent wedge T5 Wedge 18

9787 20w clear halogen MRC11 bi-pin MRC11 GU4 Bi-Pin 20

9789 20w clear MRC11 halogen bi-pin MRC11 GU4 Bi-Pin 20

97305S 6w clear LED MR16 3000K MR16 GU5.3 5.75

97405S 6w clear LED MR16 2700K MR16 GU5.3 5.52

97505S 6w clear LED MR16 4000K MR16 GU5.3 5.81

9784 20w clear halogen T3 bi-pin T3 G4 Bi-Pin 20
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