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ALF34 3/4" Alu Flexible Conduit 100'
Southwire Company

Catalog Number ALF34
Manufacturer Southwire Company
Description Flexible Conduit, 3/4 In Trade Size, 1.045 to 1.105 In Conduit

Outer Diameter, 0.812 to 0.835 In Conduit Inner Diameter, 100
FT Length, Aluminum, 5 In Bend Radius, 13 LB/100 FT

Weight per unit 0.1250 (lbs/each)
Product Category Flexible Metallic Conduit

Features
outside diameter              1075

Dimensions and Weight
Diameter                      3/4"

Descriptions
Description                   3/4" ALU FLEXIBLE CONDUIT 100'
extra long description        SWC 55082303 FMC-RWA 3/4" 100C
Features                      Alflex Type RWA (Reduced Wall Aluminum) Flexible Metal

Conduit is suitable for power and lighting branch circuit
conductors and cables for connecting receptacles, luminaries,
equipment, office partitions, etc. It may also be used for Metal
raceway for wires and cables, motor feeder, branch and control
circuit conductors and cables. It has a Class 1, Class 2, Class 3
Remote-control, signaling and power-limited circuit conductors
and cables. Other applications include fire alarm system
conductors and cables

Manufacturer Information
GTIN 00032886042300
UPC 032886042300

Taxonomies, Classifications, and Categories
Category Description          ALUMINUM GREENFIELD, Flexible Conduit
Type                          FMC-RWA

Packaging
Carton 100
Weight Per each 0.125


