Blackburn

AMT Multi-Port Connector “Same Side” g
STD. g

NO. OF WIRE HEX PKG. D

CAT. NO. FIG. PORTS RANGE LENGTH WIDTH HEIGHT SIZE QTy. 3

AMTCA 2 2 414 STR, 111 1.10 135  SotedScew 25 5

AMTS4142 ) ) 4-14 STR, 124 1.22 142 % 12 2o

AMTS4143 4 3 4-14 STR, 17 1.22 142 % 12 o

AMTS4144 4 4 4-14 STR, 2.16 1.22 142 % 6 -

AMTS4145 4 5 4-14 TR, 261 1.22 142 % 6 E

AMTS4146 4 6 4-14 STR, 3.07 1.22 142 % 6 e

AMTS4147 4 7 414 STR. 3.53 1.2 142 % 4 é

AMTS4143 4 8 414 STR, 3.99 1.22 142 7 4

AMTS4149 4 9 414 STR, 445 122 142 7 4 |

AMTS41410 4 10 4-14 STR, 49 1.22 142 % 4 =

AMTS41411 4 11 4-14 STR, 5.36 1.22 142 % 3 2

AMTS41412 4 12 4-14STR, 5.82 1.22 142 % 3 &

AMTS41413 4 13 4-14 TR, 6.28 1.22 142 % 2 =

AMTS41414 4 14 4-14 STR, 6.74 1.22 142 % 2 =

AMTS10142 ) 9 1/0-14 STR. 167 153 163 Yo 12 =

AMTS10143 4 3 1/0-14 STR. 229 153 163 Yo 12 3

AMTS10144 4 4 1/0-14 STR. 2.92 153 163 Y 6 ~

AMTS10145 4 5 1/0-14 STR. 354 153 163 Yo 6 2.

AMTS10146 4 6 1/0-14 STR. 417 153 163 Yo 6 8

AMTS10147 4 7 1/0-14 STR. 479 153 163 Yo 4 o

AMTS10148 4 8 1/0-14 STR. 5.42 153 163 Yoo 4 S

AMTS10149 4 9 1/0-14 STR. 6.04 153 183 Yo 4 2

AMTS101410 4 10 1/0-14 STR. 6.67 153 163 Yo 4 S

AMTS101411 4 11 1/0-14 STR, 7.9 153 163 Yo 3 N 3

AMTS101412 4 12 1/0-14 STR, 7.92 153 163 7 3

AMTS101413 4 13 1/0-14 STR. 8.54 153 163 Yoo 2 L J

AMTS101414 4 14 1/0-14 STR. 9.17 153 163 Yo 2

AMT20 2 2 2/0-14 STR. 1.41 1.10 135 % 25 Fig. 3

AMTS3062 2 2 3/0-6 STR. 1.89 1.58 186 Yo 12

AMTS3063 4 3 3/0-6 STR. 2,65 158 1.86 Y 6

AMTS3064 4 4 3/0-6 STR. 342 158 186 Yo 6

AMTS3065 4 5 3/0-6 STR. 4.18 158 1.86 Y 4

AMTS3066 4 6 3/0-6 STR. 495 158 1.86 Yo 4

AMTS3067 4 7 3/0-6 STR. 5.71 158 1.86 Yo 3

AMTS3068 4 8 3/0-6 STR. 6.48 158 186 Yo 3

AMTS3069 4 9 3/0-6 STR. 7.24 158 186 Yo 3

AMTS30610 4 10 3/0-6 STR. 8 158 186 Yo )

AMTS30611 4 11 3/0-6 STR. 8.77 158 1.86 Y 2

AMTS30612 4 12 3/0-6 STR. 9.54 158 186 Yo 2

AMTS30613 4 13 3/0-6 STR. 10.3 158 1.86 Y 2

AMTS30614 4 14 3/0-6 STR. 11.07 158 1.86 Yo 2

AMT250 2 2 250kemi-10SIR.  2.03 2.00 220 %o 25

AMTS25062 4 2 250kmi-6STR. 217 1.91 217 %o 6

AMTS25063 4 3 250kmi-8STR.  3.07 1.91 217 s 6

AMTS25064 4 4 250keml-6STR. 396 1.91 217 s 6

AMTS25065 4 5  250kemi-6STR. 485 1.91 217 %o 4

AMTS25066 4 6  250kmi-6STR. 575 1.91 217 %o 4

AMTS25067 4 7 250kemi-6STR.  6.64 1.91 217 % 3 o5

AMTS25068 4 8  250kemi-6STR.  7.53 191 217 Yoo 3

AMTS25069 4 9 250kmi-6STR.  8.42 1.91 217 % 3
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