Blackburn

Gonnectors & Grounding — Blackburn® Mechanical Connectors

F-164

Superior connections with
lower installation costs.

AMT Gonnectors

e PVC insulation eliminates insulation failures
and reduces outage costs

e UV-resistant material
e Compact design provides space efficiencies
e UL® Listed

The high quality and built-in flexibility of Blackburn® AMT
Connectors reduce the cost of field installations on splices,
taps and terminations. They're easy and quick to install
and provide superior insulation that lasts the life

of the connection.
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AMT Aluminum Splice
CAT. NO. FIGURE NO. OF PORTS WIRE RANGE LENGTH WIDTH HEIGHT HEX SIZE STD. PKG. QTY.
AMTSR10 1 — 1/0-14 STR. 3.25 0.94 1.63 %s 4
AMTSR250 1 — 250 kemil-6 STR. 3.96 1.19 217 % 4
AMTSR350 1 — 350 kemil-6 STR. 4.43 1.31 2.62 %s 2
AMTSR500 1 — 500 kemil-4 STR. 5.38 1.44 3.03 % 2
AMTSR750 1 — 750 kemil=250 kemil 7.25 1.75 3.16 ) 2
AMT Splice Offset
CAT. NO. FIGURE NO. OF PORTS WIRE RANGE LENGTH WIDTH HEIGHT HEX SIZE STD. PKG. QTY.
AMTTC4 3 2 4-14 STR. 1.24 1.25 1.42 Y 12
AMTT10 3 2 1/0-14 STR. 1.63 1.63 1.63 %6 6
AMTT20 3 2 2/0-14 STR. 1.41 1.50 1.35 Slotted Screw 25
AMTT30 3 2 3/0-6 STR. 1.89 1.68 1.86 Ye 6
AMTT250 3 2 250 kemil-10 STR. 2.03 2.63 2.2 e 25
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