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Eaton Corp
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BR4242B225R

Eaton Corp

BR Style Load Center, 42 Spaces, 42 Circuits, 225 A, 120/240 V Ac,
#1 Awg to 250 Kemil Wire Size, Metallic Material, Aluminum Bus
Material, 14.31 In Overall Length, 5.19 In Overall Width, 45 In
Overall Height

32.6 (Ibs/each)

Single Phase Main Breaker Load

225 A

Interlock cover

5.2000 IN X 14.3000 IN X 45.0000 IN
42

Single-phase

42-pole

SR

1PH/BR LOADCENTER 225A 25KAIC MCB 42/42 CIR. AL BU
ETN BR4242B225R Eaton BR main break

00786676446457
786676446457

Taxonomies, Classifications, and Categories
Category Description

LOADCENTERS & COVERS
Main breaker loadcenter

1
32.6

Combination
UL 67,UL 50



