
Product specifications

Eaton BRD230240

Catalog Number: BRD230240 

Eaton BR thermal magnetic circuit breaker,Type BR 1-Inch quad 
circuit breaker,(2) 30 A, (2) 40 A,10 kAIC,Four-
pole,120/240V,BRD,Independent,#14-4 AWG Cu/Al,BRD,Type BR 
Loadcenters

Photo is representative

General specifications

Eaton BR thermal magnetic circuit 

breaker

BRD230240

786676372251

3 in 3 in

2 in 0.8 lb

Federal Specifications Classification W-

C375

UL 489

Non-CTL

Product Name Catalog Number

UPC

Product Length/Depth Product Height

Product Width Product Weight

Compliances Certifications

Catalog Notes

https://www.eaton.com/us/en-us.html
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Type BR 1-Inch quad circuit breaker

(2) 30A, (2) 40A

120/240 V

Independent

BR

Type BR Loadcenters

10 kAIC

BR

#14-4 AWG Cu/Al

Four-pole

Resources

Loadcenters and Circuit Breakers

Eaton's Volume 1—Residential and Light Commercial

Eaton Specification Sheet - BRD230240

Type

Amperage Rating

Voltage rating

Trip Type

Circuit breaker type

Used with

Interrupt rating

Main circuit breaker

Wire size

Number of poles

Brochures
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Specifications and datasheets

https://www.eaton.com/us/en-us.html
https://www.linkedin.com/company/eaton/
https://twitter.com/eatoncorp/
https://facebook.com/eatoncorporation/
https://www.youtube.com/EatonVideos
https://www.eaton.com/ecm/groups/public/@pub/@electrical/documents/content/vol01_tab01.pdf
https://www.eaton.com/ecm/idcplg?IdcService=GET_FILE&allowInterrupt=1&RevisionSelectionMethod=LatestReleased&Rendition=Primary&dDocName=CA08100002E
https://www.eaton.com/us/en-us/skuPage.BRD230240.pdf

