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Technical Data PIMS0136

CH 3/4-inch Loadcenter
CH32B200V

General Description
CH 3/4-inch loadcenter, single-phase, 32 circuits, #2/0-300 kcmil 
wire, 200A, NEMA 1 enclosure

Warranty
Limited lifetime

Product Specifications

Package: 4.5 x 36 x 15.5 in.

Package Weight: 38.42 lbs.

Product Dimensions: 3.88 x 34.13 x 14.31 in.

•	 Certification: UL 67, UL 50
•	 Amperage rating: 200A
•	 Enclosure: Metallic NEMA 1
•	 Interrupt rating: 25 kAIC
•	 Main circuit breaker: CSR
•	 Three-wire
•	 Single-phase
•	 Wire size: #2/0-300 kcmil
•	 32 circuits
•	 32 spaces
•	 Box size: J
•	 Copper bus
•	 Main breaker kit: CSH2125N, CSH2200N, CSH2100N
•	 Value pack includes (5) CH120 and (1) CH230 breakers


