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g TOPAZ

Friondly Sarvice... Powerful Solutlons™

EMT SET SCREW TYPE
CAT# A B C COPPER FREE ALUMINUM
ELBI 4295 2150 1.330 TOPAZ MAX # UNIT SHIP W1/
ELB2 5090 2430 1.540 CAT # UPC# SIZE CONDUCTORS  CTN  CASE CASE
ELB3 5915 2765 1.740

EMT LB TYPE
Phe oS L EBY 20470 12 1#6W6 10 100 28
EBe 103 425 a0 ELBZ 20480 34" J#GMG 10 50 19

w0 s 4 ELB3 20490 1" S#OWG 5 25 10

ELB7 12500 5437 4450
ELB8  12.500  5.657  4.450
ELB9 15500  6.922  5.500
ELB10 15500  6.922  5.500

CAT# A B C

ELB4 20500 11/4" 3#2AWG6 2 10 13
ELB5 20510 11/2" 3# A6 2 10 14
1

ELB6 20520 2 3#7/0AWG 5 13

ELB7 20530 21/2" 3#2/0AWG 1 6
ELB8 20540 3" 3#LOMWG - 1 6
ELB9 20550  31/2" 3#500Mm - — 1 8
ELB10 20560 4" 3#500MIM - — 1 8
EMT T TYPE

ETI 20690 1/2" 1#6MG6 10 100 32
ET2 20700 3/4" 2#6MG6 10 5 30
ET3 20710 1" 3#6AWG 25 15

ET5 20730 11/2" 3# A6 0 1

5
ET4 20720 11/4" 3#2AWG6 2 10 1/
2

i TET) : ET6 20740 2" 3#2/0AWG 75

¢ o5l 533 3340 ET7 20781 21/2" 3#4/0AWG - I 7
ET8 20782 3" 3#0MM - 1 7
ET9 20783 31/2" 3#350MM — 1 9
ET10 20784 4" 474 350MM — 1 9
EMT LR TYPE
ELRT 206430 1/2" 1#6AWG 10 100 30
ELR2 20640 3/4" 2# 6AWG 10 50 24
ELR3 20650 1" 3#6AWG 5 25 16
ELR4 20660 11/4" 3# 206 2 10 14
ELRS 20670 11/2" REZINY 2 10 17
ELR6 20680 2" 3#2/0AWG | 5 14
ELR7 20681 21/2" 3#4LO0MGE — 1 6
ELR8 20682 3" 3#0MM - 1 b

CAT# A B ¢ ELR9 20483 3 1/2" 3#30MM - ] 8

ELRI/ELLI  4.295 1.370  2.030 ELRTO 20684 4" T#30MM = T 8

ELR2/ELL2Z  5.090 1.625 2.330

ELR3/ELL3 5915 1.900 2.650

ELR4/ELLA 7894 2770 3.385 EMT LL TYPE

ELRS/ELLS  7.894 2770 3.385 ELL1 20570 1/2" 1#6AWG 10 100 30

ELR6/ELL6 10.134 3335 3.810 ELL2 20580 3/4" 2# 6AWG 10 5 23

ELR7/ELL7 12.500 5437 4.450 ELL3 20590 1" 3#6AWG 5 25 18

ELR8/ELL8  12.500 5.657 1.450

ELR9/ELL9 15500 6.922 5.500

ELL4 20600  11/4" 3# A6 2 10 14
ELL5 20610  11/2" 3#2AWG 2 10 16
1

ELRT0/ELL10 15,500 6.922 5.500 ELL6 20620 VB 3#2/0AWG 5 I

ELL7 20621 21/2°  3#4/0AWG T %

" — ELL8 2062 3" SEBONN - 1 6

“ T ELL9 20623  31/2°  3#350M(M - T 8

NS b ELLTO 20624 4" O =

B,

EMT C TYPE

i A—L L Ea 040 12 1AM 10 100 24

EC2 5570 1625 1540 EC2 20420 3/4" 2# 6AWG 10 50 21

EC3 6460 1.900 1740 EC3 20430 1" 3# 6AWG 5 25 25

EC4 8528 2770 2490
ECGS 8528 2770  2.4%0
ECo 10831 3.335  3.100
EC7 13.00 4.063  5.709
EC8 12.50 4.682  5.506
EC9 15.50 5452 6.7
EC10 1550 5452 6171

EC4 20440  11/4" 3# A6 10 15

EC6 20460 2" 3#2/0AWG

2
ECS 20450  11/2" 3#2AWG 2 10 17/
1

EC7 20461  21/2" 3#4/0AWG 1 6
EC8 20462 3" 3#LBMM - — | 7
EC9 20463  31/2" 3#BMM - — 1 8
ECI0O 20464 4" 4#350MM - 1 8
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New York ¢ 800-666-2852 ¢ Fax: 800-333-3488

www.topaz-usa.com California ¢ 888-551-2852 ¢ Fax: 888-690-2852
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