
GE Plug-In Compact Fluorescent Lamp & Ballast Selection Guide
Description Base Lamp  

Profile
Top  

View Watts Overall
Length (in.) Color Range Compatible  

Ballasts Photo

2-Pin  
Low Wattage  
Biax®

5
7
9

13

4.2
5.3
6.6
7.0

Available in 5 Colors

No 
GE Ballast 
Available

4-Pin  
High Lumen 
Biax®

18 9.0 - 10.5 Available in 5 Colors

GEC140MAX-A
GEC240MAX-A 
GEC340MAX-A 

GEC240MVPS-A

25 21.5
27 12.8
39 16.5
40 21.5 - 22.5
50 22.5
55 20.7

2-Pin  
Double Biax®

9
13
18
26

5.5
4.7
6.1
6.7

Available in 4 Colors

No 
GE Ballast 
Available 

4-Pin  
Double Biax®

13
18
26

5.0
5.8
6.4

Available in 4 Colors

GEC213-MVPS
GEC218-MVPS 
GEC226-MVPS 
GEC242-MVPS

4-Pin  
Triple Biax®

13
18
26
32
42

4.2
4.8
5.2
5.5
6.4

Available in 4 Colors

GEC213-MVPS
GEC218-MVPS 
GEC226-MVPS 
GEC242-MVPS

4-Pin  
High Output 
Quad Biax®

57
70

7.1
8.2

Available in 5 Colors
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GE  
Description

GE Product 
Code

Generic  
Description

Osram/Sylvania  
Description

Philips  
Description

Order This GE Lamp If you currently use these lamps

Double Biax® 2-Pin (continued)
F18DBX/835/ECO 97579 CFQ18W/G24d/835 CF18DD/835 PL-C 18W/835/Alto 

F18DBX/841/ECO 97580 CFQ18W/G24d/841 CF18DD/841 PL-C 18W/841/Alto 
F26DBX/827/ECO 97606 CFQ26W/G24d/827 CF26DD/827 PL-C 26W/827/Alto 
F26DBX/830/ECO 97607 CFQ26W/G24d/830 CF26DD/830 PL-C 26W/830/Alto 
F26DBX/835/ECO 97608 CFQ26W/G24d/835 CF26DD/835 PL-C 26W/835/Alto 
F26DBX/841/ECO 97609 CFQ26W/G24d/841 CF26DD/841 PL-C 26W/841/Alto 
F26DBX/E/827/ECO 97602 CFQ26W/G24d/827 — —
F26DBX/E/830/ECO 97603 CFQ26W/G24d/830 — —
F26DBX/E/835/ECO 97604 CFQ26W/G24d/835 — —
F26DBX/E/841/ECO 97605 CFQ26W/G24d/841 — —

Double Biax® 4-Pin
F13DBX/827/ECO4P 97594 CFQ13W/G24q/827 CF13DD/E/827 PL-C 13W/827/4P/Alto 
F13DBX/830/ECO4P 97595 CFQ13W/G24q/830 CF13DD/E/830 PL-C 13W/830/4P/Alto 
F13DBX/835/ECO4P 97596 CFQ13W/G24q/835 CF13DD/E/835 PL-C 13W/835/4P/Alto 
F13DBX/841/ECO4P 97597 CFQ13W/G24q/841 CF13DD/E/841 PL-C 13W/841/4P/Alto 
F18DBX/827/ECO4P 97598 CFQ18W/G24q/827 CF18DD/E/827 PL-C 18W/827/4P/Alto 
F18DBX/830/ECO4P 97599 CFQ18W/G24q/830 CF18DD/E/830 PL-C 18W/830/4P/Alto 
F18DBX/835/ECO4P 97600 CFQ18W/G24q/835 CF18DD/E/835 PL-C 18W/835/4P/Alto 
F18DBX/841/ECO4P 97601 CFQ18W/G24q/841 CF18DD/E/841 PL-C 18W/841/4P/Alto 
F26DBX/827/ECO4P 97610 CFQ26W/G24q/827 CF26DD/E/827 PL-C 26W/827/4P/Alto 
F26DBX/830/ECO4P 97611 CFQ26W/G24q/830 CF26DD/E/830 PL-C 26W/830/4P/Alto 
F26DBX/835/ECO4P 97612 CFQ26W/G24q/835 CF26DD/E/835 PL-C 26W/835/4P/Alto 
F26DBX/841/ECO4P 97613 CFQ26W/G24q/841 CF26DD/E/841 PL-C 26W/841/4P/Alto 

Triple Biax® 4-Pin
F13TBX827/4P/ECO 97623 CFTR13W/GX24q/827 CF13DT/E/827 PL-T 13W/827/X/4P/Alto
F13TBX/827/A/ECO 97519 CFTR13W/GX24q/827 — —
F13TBX/830/A/ECO 97620 CFTR13W/GX24q/830 — —
F13TBX/835/A/ECO 97621 CFTR13W/GX24q/835 — —
F13TBX/841/A/ECO 97622 CFTR13W/GX24q/841 — —
F18TBX827/4P/ECO 97628 CFTR18W/GX24q/827 CF18DT/E/827 PL-T 18W/827/X/4P/Alto
F18TBX/827/A/ECO 97624 CFTR18W/GX24q/827 CF18DT/E/IN/827 PL-T 18W/827/4P/Alto 
F18TBX/830/A/ECO 97625 CFTR18W/GX24q/830 CF18DT/E/IN/830 PL-T 18W/830/4P/Alto 
F18TBX/835/A/ECO 97626 CFTR18W/GX24q/835 CF18DT/E/IN/835 PL-T 18W/835/4P/Alto 
F18TBX/841/A/ECO 97627 CFTR18W/GX24q/841 CF18DT/E/IN/841 PL-T 18W/841/4P/Alto 
F26TBX827/4P/ECO 97618 CFTR26W/GX24q/827 CF26DT/E/827 PL-T 26W/827/X/4P/Alto 
F26TBX/827/A/ECO 97614 CFTR26W/GX24q/827 CF26DT/E/IN/827 PL-T 26W/827/4P/Alto 
F26TBX/830/A/ECO 97615 CFTR26W/GX24q/830 CF26DT/E/IN/830 PL-T 26W/830/4P/Alto
F26TBX/835/A/ECO 97616 CFTR26W/GX24q/835 CF26DT/E/IN/835 PL-T 26W/835/4P/Alto 
F26TBX/841/A/ECO 97617 CFTR26W/GX24q/841 CF26DT/E/IN/841 PL-T 26W/841/4P/Alto 
F32TBX/827/A/ECO 97629 CFTR32W/GX24q/827 CF32DT/E/IN/827 PL-T 32W/827/4P/Alto 
F32TBX/830/A/ECO 97630 CFTR32W/GX24q/830 CF32DT/E/IN/830 PL-T 32W/830/4P/Alto 
F32TBX/835/A/ECO 97631 CFTR32W/GX24q/835 CF32DT/E/IN/835 PL-T 32W/835/4P/Alto 
F32TBX/841/A/ECO 97632 CFTR32W/GX24q/841 CF32DT/E/IN/841 PL-T 32W/841/4P/Alto 
F42TBX/827/A/ECO 97633 CFTR42W/GX24q/827 CF42DT/E/IN/827 PL-T 42W/827/4P/Alto 
F42TBX/830/A/ECO 97634 CFTR42W/GX24q/830 CF42DT/E/IN/830 PL-T 42W/830/4P/Alto 
F42TBX/835/A/ECO 97635 CFTR42W/GX24q/835 CF42DT/E/IN/835 PL-T 42W/835/4P/Alto 
F42TBX/841/A/ECO 97636 CFTR42W/GX24q/841 CF42DT/E/IN/841 PL-T 42W/841/4P/Alto 

High Output Biax® 4-Pin
F57QBX827A4P/EOL 48861 CFM57W/GX24q/827 CF57DT/E/IN/827 —
F57QBX830A4P/EOL 48862 CFM57W/GX24q/830 CF57DT/E/IN/830 PL-T 57W/830/4P/A
F57QBX835A4P/EOL 48863 CFM57W/GX24q/835 CF57DT/E/IN/835 PL-T 57W/835/4P/A
F57QBX841A4P/EOL 48864 CFM57W/GX24q/841 CF57DT/E/IN/841 PL-T 57W/841/4P/A
F57QBX850A4P/EOL 93404 CFM57W/GX24q/850 — —
F70QBX827A4P/EOL 48865 CFM70W/GX24q/827 — —
F70QBX830A4P/EOL 48866 CFM70W/GX24q/830 — —
F70QBX835A4P/EOL 48867 CFM70W/GX24q/835 — —
F70QBX841A4P/EOL 48868 CFM70W/GX24q/841 — —
F70QBX850A4P/EOL 93406 CFM70W/GX24q/850 — —

GE  
Description

GE Product 
Code

Generic  
Description

Osram/Sylvania  
Description

Philips  
Description

Order This GE Lamp If you currently use these lamps
Low Wattage Biax® 2-Pin
F5BX/827/ECO 97551 CFT5W/G23/827 CF5DS/827/ECO PL-S 5W/827/2P/Alto 
F5BX/841/ECO 97553 CFT5W/G23/841 CF5DS/841/ECO PL-S 5W/841/2P/Alto 
F7BX/827/ECO 97554 CFT7W/G23/827 CF7DS/827/ECO PL-S 7W/827/2P/Alto 
F7BX/835/ECO 97556 CFT7W/G23/835 CF7DS/835/ECO PL-S 7W/835/2P/Alto 
F7BX/841/ECO 97557 CFT7W/G23/841 CF7DS/841/ECO PL-S 7W/841/2P/Alto 
F9BX/827/ECO 97558 CFT9W/G23/827 CF9DS/827/ECO PL-S 9W/827/2P/Alto 
F9BX/835/ECO 97560 CFT9W/G23/835 CF9DS/835/ECO PL-S 9W/835/2P/Alto
F9BX/841/ECO 97561 CFT9W/G23/841 CF9DS/841/ECO PL-S 9W/841/2P/Alto 
F13BX/827/ECO 97573 CFT13W/GX23/827 CF13DS/827/ECO PL-S 13W/827/2P/Alto
F13BX/830/ECO 97574 CFT13W/GX23/830 CF13DS/830/ECO PL-S 13W/830/2P/Alto 
F13BX/835/ECO 97569 CFT13W/GX23/835 CF13DS/835/ECO PL-S 13W/835/2P/Alto
F13BX/841/ECO 97571 CFT13W/GX23/841 CF13DS/841/ECO PL-S 13W/841/2P/Alto 
F13BX/850/ECO 97572 CFT13W/GX23/850 CF13DS/850/ECO PL-S 13W/850/2P/Alto 
F13BX/E/827/ECO 97562 CFT13W/GX23/827 CFT13WDS/EC/827/ECO —
F13BX/E/830/ECO 97563 CFT13W/GX23/830 CFT13WDS/EC/830/ECO —
F13BX/E/835/ECO 97564 CFT13W/GX23/835 CFT13WDS/EC/835/ECO —
F13BX/E/841/ECO 97565 CFT13W/GX23/841 CFT13WDS/EC/841/ECO —
F13BX/E/850/ECO 97566 CFT13W/GX23/850 — —

High Lumen Biax® 4-Pin
F18BX/SPX30 16649 FT18W/2G11/830 FT18DL/830 PL-L 18W/830 
F18BX/SPX35 16053 FT18W/2G11/835 FT18DL/835 PL-L 18W/835 
F18BX/SPX41 16940 FT18W/2G11/841 FT18DL/841 PL-L 18W/841 
F18BX/SPX30/RS 17174 FT18W/2G11/RS/830 FT18DL/830/RS —
F18BX/SPX35/RS 17175 FT18W/2G11/RS/835 FT18DL/835/RS —
F18BX/SPX41/RS 17176 FT18W/2G11/RS/841 FT18DL/841/RS —
F18BX/SPX65/RS 12521 FT18W/2G11/RS/865 — —
F27BX/SPX30/RS 16944 FT24W/2G11/830 FT24DL/830 PL-L 24W/830 
F27BX/SPX35/RS 16948 FT24W/2G11/835 FT24DL/835 PL-L 24W/835 
F27BX/SPX41/RS 16951 FT24W/2G11/841 FT24DL/841 PL-L 24W/841 
F39BX/SPX30/RS 16538 FT36W/2G11/830 FT36DL/830 PL-L 36W/830 
F39BX/SPX35/RS 15867 FT36W/2G11/835 FT36DL/835 PL-L 36W/835 
F39BX/SPX41/RS 16952 FT36W/2G11/841 FT36DL/841 PL-L 36W/841 
F40/25/BX830/IS/WM 75399 FT40W/2G11/IS/830 F40DL/28W/830/SS/IS/ECO PL-L 40W/830/XEW/4P/IS 25W
F40/25/BX835/IS/WM 75400 FT40W/2G11/IS/835 F40DL/28W/835/SS/IS/ECO PL-L 40W/835/XEW/4P/IS 25W
F40/25/BX841/IS/WM 75401 FT40W/2G11/IS/841 F40DL/28W/841/SS/IS/ECO PL-L 40W/841/XEW/4P/IS 25W
F40/25/BX850/IS/WM 75402 FT40W/2G11/IS/850 — —
F40/30BX/SPX30 16953 FT40W/2G11/RS/830 FT40DL/830/RS PL-L 40W/830/RS/IS 
F40/30BX/SPX35 20444 FT40W/2G11/RS/835 FT40DL/835/RS PL-L 40W/835/RS/IS 
F40/30BX/SPX41 16648 FT40W/2G11/RS/841 FT40DL/841/RS PL-L 40W/841/RS/IS 
F40/30BX/SPX50/RS 10490 FT40W/2G11/RS/850 FT40DL/850/RS —
F50BXSPX30RS 20898 FT50W/2G11/RS/830 — PL-L 50W/830/RS 
F50BXSPX35RS 20899 FT50W/2G11/RS/835 — PL-L 50W/835/RS 
F50BXSPX41RS 20900 FT50W/2G11/RS/841 — PL-L 50W/841/RS 
F55BX/830 31951 FT55W/2G11/RS/830 FT55DL/830 —
F55BX/835 31952 FT55W/2G11/RS/835 FT55DL/835 —
F55BX/841 31953 FT55W/2G11/RS/841 FT55DL/841 —

Double Biax® 2-Pin
F9DBX23/827/ECO 97576 CFQ9W/G23/827 CF9DD/827 —
F9DBX23/841/ECO 97575 CFQ9W/G23/841 — —
F13DBX23/827/ECO 97586 CFQ13W/GX23/827 CF13DD/827 PL-C 13W/827/USA/Alto 
F13DBX23/830/ECO 97587 CFQ13W/GX23/830 CF13DD/830 PL-C 13W/830/USA/Alto 
F13DBX23/835/ECO 97588 CFQ13W/GX23/835 CF13DD/835 PL-C 13W/835/USA/Alto 
F13DBX23/841/ECO 97589 CFQ13W/GX23/841 CF13DD/841 PL-C 13W/841/USA/Alto 
F13DBX/827/ECO 97590 CFQ13W/G24d/827 — PL-C 13W/827/Alto
F13DBX/830/ECO 97591 CFQ13W/G24d/830 — PL-C 13W/830/Alto 
F13DBX/835/ECO 97592 CFQ13W/G24d/835 — —
F13DBX/841/ECO 97593 CFQ13W/G24d/841 — —
F18DBX/827/ECO 97577 CFQ18W/G24d/827 CF18DD/827 PL-C 18W/827/Alto 

F18DBX/830/ECO 97578 CFQ18W/G24d/830 CF18DD/830 PL-C 18W/830/Alto 
©2010 General Electric Company 

Printed in the USA 
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Information provided is subject to change without notice. Please verify all details with GE. All values 
are design or typical values when measured under laboratory conditions, and GE makes no warranty 
or guarantee, express or implied, that such performance will be obtained under end-use conditions.


