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Fluorescent Lamps

For the most up-to-date product information, see www.gelighting.com. To convert inches to millimeters, multiply by 25.4.
All footnotes, warning and caution notices found at the end of this section (page 4-32). 
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T12 Lamps (continued)
T12 high output (800ma) Rapid Start Recessed Double Contact (continued)

8' high output Watt-Miser® energy Saving Lamps
T12 Recessed 

Double 
 Contact 
(R17d)

95 96.0 14069 F96T12/SP35/HO/WM 15 12000 8350 7520 3500 73 ✐ $ B 1 101

95 96.0 13721 F96T12/SP41/HO/WM15 15 12000 8350 7520 4100 72 ✐ $ B 1 101

95 96.0 12131 F96T12SP65/HO/WM 15 12000 7700 6930 6500 75 ✐ $ B 1 101

95 96.0 15120 F96T12/SPX30/HO/WM 15 12000 8500 7650 3000 82 ✐ $ B 1 101

95 96.0 15122 F96T12/SPX35/HO/WM 15 12000 8500 7650 3500 82 ✐ $ B 1 101

95 96.0 23069 F96T12/SPX41/HO/WM 15 12000 8500 7650 4100 80 ✐ $ B 1 101

95 96.0 13716 F96T12/CW/HO/WM/15PK 15 12000 8000 6960 4100 60 $ B 1 101

95 96.0 21714 F96T12/CW/HO/WM/UPC 15 12000 8000 6960 4100 60 $ B 1 101

95 96.0 13720 F96T12/LW/HO/WM 15 12000 8500 7900 4200 49 $ B 1 101 Lite White 

95 96.0 13719 F96T12/WW/HO/
WM/15PK

15 12000 8200 7130 3000 52 $ B 1 101 Warm White

8' high output Watt-Miser® ecolux®

T12 Recessed 
Double 
 Contact 
(R17d)

95 96.0 16495 F96T12/CW/HO/WM/ECO 15 12000 8000 6480 4100 60 $ B 1 101

T12 Very high output (1500ma) Recessed Double Contact 
T12 Recessed 

Double 
 Contact 
(R17d)

110 48.0 10751 F48T12/CW/1500 24 10000 6200 4030 4100 60 4 101

165 72.0 13760 F72T12/CW/1500/15PK 15 10000 9000 6300 4100 60 4 101

185 96.0 13789 F96T12/CW/1500/
WM/15PK

15 9000 12500 9380 4100 60 $ B 4 101

215 96.0 13781 F96T12/CW/1500/15PK 15 10000 13500 10125 4100 60 4 101

215 96.0 13783 F96T12/D/1500/15PK 15 10000 11500 8630 6500 74 ✐ 4 101 Daylight

T12 Preheat 

15"
T12 Medium 

Bi-Pin (G13)
14 15.0 10116 F14T12/CW 24 9000 650 550 4100 60 101 Preheat

14 15.0 10117 F14T12/CW 6PK 24 9000 650 550 4100 60 101 Preheat

14 15.0 22979 F14T12/KB 6PK 24 9000 700 650 3000 70 ✐ 104 Preheat, Kitchen 
& Bath

18"
T12 Medium 

Bi-Pin (G13)
15 18.0 10183 F15T12/CW 6PK 24 9000 760 685 4100 60 101 Preheat

15 18.0 22745 F15T12/KB   6PK 24 9000 785 730 3000 70 ✐ 104 Preheat, Kitchen 
& Bath

15 18.0 10185 F15T12/WW 24 9000 780 700 3000 52 101 Preheat

24" 
T12 Medium 

Bi-Pin (G13)
20 24.0 80048 F20T12/SP35/ECO 24 9000 1275 1200 3500 73 ✐ 101 Preheat

20 24.0 15353 F20T12/SP41 24 9000 1275 1200 4100 72 ✐ 101 Preheat

20 24.0 80049 F20T12/SPX35/ECO 24 9000 1300 1220 3500 82 ✐ 101 Preheat

20 24.0 80044 F20T12/C50/ECO 24 9000 875 790 5000 90 ✐ 101 Preheat

20 24.0 80045 F20T12/CW/ECO 24 9000 1200 1150 4100 60 101 Preheat

20 24.0 80046 F20T12/CW/ECO/6PK 24 9000 1200 1150 4100 60 101 Preheat

20 24.0 80047 F20T12/D/ECO 24 9000 1025 945 6500 75 ✐ 101 Preheat

20 24.0 25575 F20T12/D/ECO/UPC 24 9000 1025 945 6500 75 ✐ 101 Preheat, Daylight

20 24.0 21325 F20T12/KB/ECO 24 9000 1275 1200 3000 70 ✐ 104 Preheat, Kitchen 
& Bath

20 24.0 14419 F20T12/SUN/ECO 24 9000 875 790 5000 90 ✐ 101 Preheat, Sunlight

20 24.0 80050 F20T12/WW/ECO 24 9000 1250 1150 3000 52 101 Preheat, Warm 
White

20 24.0 25577 F20T12/WW/ECO/UPC 24 9000 1250 1150 3000 52 101 Preheat, Warm 
White

other Diameters
T6 instant Start 

T6 Single Pin 
(Fa8)

25 42.0 12221 F42T6/SP35 24 7500 1830 1700 3500 73 ✐ 101

25 42.0 10720 F42T6/CW 24 7500 1750 1580 4100 60 101

25 42.0 10721 F42T6/WW 24 7500 1825 1640 3000 52 101 Warm White 

40 64.0 12223 F64T6/SP35 24 7500 2930 2720 3500 73 ✐ 101

40 64.0 10805 F64T6/CW 24 7500 2800 2520 4100 60 101

40 64.0 10807 F64T6/WW 24 7500 2900 2610 3000 52 101 Warm White 

T17 instant Start 
T17 Mogul Bi-Pin 

(G20)
40 60.0 10575 F40T17/CW/IS 12 7500 2850 2620 4100 60 B 3 101 Use only w/ Instant 

Start Ballasts 


