
8

FIBERGLASS
TWIN FRONT LADDER FM1400HD SERIES

MODEL SIZE
STEP 
SIZE

BOTTOM 
WIDTH

APPROX.
SPREAD

APPROX.
WT. (LBS)

APPROX.
CUBES

FM1404HD 4’ 3” 19 5⁄16” 37 1⁄2” 21 2.6‘

FM1405HD 5’ 3” 21 1⁄16” 44 7⁄8” 24 3.4‘

FM1406HD 6’ 3” 22 9⁄16” 52 5⁄16” 27 4.3‘

FM1407HD 7’ 3” 24 1⁄16” 59 3⁄4” 32 5.2‘

FM1408HD 8’ 3” 25 9⁄16” 67 1⁄8” 36 6.0‘

FM1410HD 10’ 3” 28 9⁄16” 81 15⁄16” 55 8.2‘

FM1412HD 12’ 3” 31 9⁄16” 96 3⁄4” 68 10.6‘

FM1414HD* 14’ 3” 34 9⁄16” 111 1⁄2” 84 12.5‘

FM1416HD* 16’ 3” 37 9⁄16” 126 5⁄16” 100 14.4‘

 *SPECIAL DUTY: MANUFACTURED TESTED TO 375 LBS.

 	Da Boot™ Patent #7,000,731 B2

 	Heavy gauge steel hinges
 	Inside spreader braces
 	Heavy Double Gusset Bracing
 	Spreader Brace Reinforcement Plates
 	Full channel fiberglass rail
 	Riveted step construction with Gusset 
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FIBERGLASS
TWIN FRONT LADDER FM1500 SERIES

MODEL SIZE
STEP 
SIZE

BOTTOM 
WIDTH

APPROX.
SPREAD

APPROX.
WT. (LBS)

APPROX.
CUBES

FM1503 3’ 3” 18 1⁄16” 30 1⁄8” 16 1.8‘

FM1504 4’ 3” 19 9⁄16” 37 1⁄2” 19 2.6‘

FM1505 5’ 3” 21 1⁄16” 44 7⁄8” 22 3.4‘

FM1506 6’ 3” 22 9⁄16” 52 5⁄16” 27 4.3‘

FM1507 7’ 3” 23 3⁄8” 60” 29 5.2‘

FM1508 8’ 3” 25 9⁄16” 67 1⁄8” 30 6.0‘

FM1510 10’ 3” 28 9⁄16” 81 15⁄16” 44 8.2‘

FM1512 12’ 3” 31 9⁄16” 96 3⁄4” 62 10.6‘

 	Da Boot™ Patent #7,000,731 B2

 	Reinforced Bottom step
 	Inside spreader braces
 	Double-rivet step construction
 	Heavy gauge steel hinges
 	Full channel fiberglass rail
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FIBERGLASS
TWIN FRONT LADDER FM2000 SERIES

 	Slip resistant rubber feet
 	Full channel fiberglass rail
 	Pinch resistant spreader braces
 	Double-rivet step construction
 	Heavy gauge steel hinges

MODEL SIZE
STEP 
SIZE

BOTTOM 
WIDTH

APPROX.
SPREAD

APPROX.
WT. (LBS)

APPROX.
CUBES

FM2004 4’ 3” 18 3⁄4” 37 1⁄4” 17 5.1‘

FM2006 6’ 3” 21 3⁄4” 52” 24 8.7‘

FM2008 8’ 3” 24 3⁄4” 66 13⁄16” 34 13.0‘

FM2010 10’ 3” 27 3⁄4” 81 5⁄8” 45 18.1‘

FM2012 12’ 3” 31 7⁄8” 98 57 23.9‘
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FIBERGLASS
STEPLADDER L-3310 SERIES

MODEL SIZE Base WIDTH spread APPROX. WT. (LBS) APPROX. CUBES

L-3310-05 5’ 20 5⁄16” 34 1⁄8” 11 4.9‘

L-3310-06 6’ 21 13⁄16” 40 1⁄16” 13 6.3‘

 	Molded Top with Tool Slots
 	Slip resistant Feet
 	Pinch resistant spreader braces
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