
Product specifications

Eaton GHB3070

Catalog Number: GHB3070 

Eaton Series C complete molded case circuit breaker, G-frame, 
GHB, Complete breaker, Fixed thermal, Fixed magnetic trip type, 
Three-pole, 70 A, 480Y/277 Vac, 125/250 Vdc, 50/60 Hz

Photo is representative

General specifications

Eaton Series C complete molded case 

circuit breaker

GHB3070

786679911310

2.63 in 4 in

3 in 1.75 lb

Eaton Selling Policy 25-000, one (1) year 

from the date of installation of the 

Product or eighteen (18) months from the 

date of shipment of the Product, 

whichever occurs first.

Federal Specifications Classification W-

C375B

UL Listed

Product Name Catalog Number

UPC

Product Length/Depth Product Height

Product Width Product Weight

Warranty Compliances

Certifications

https://www.eaton.com/us/en-us.html
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Molded case circuit breaker

70A

480Y/277 Vac, 125/250 Vdc

Fixed thermal, fixed magnetic

GHB

Complete breaker

Series C

G

50/60 Hz

65 kAIC at 240 Vac  

14 kAIC at 480Y/277 Vac

Three-pole
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