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Size A B C D S/P * R
3/8” N/A N/A N/A N/A 1/4 - 20 N/A
1/2” 2.41 1.50 .85 1.16 5/16 - 18 .443
3/4” 2.73 1.50 1.11 1.42 5/16 - 18 .573
1” 3.04 1.50 1.41 1.72 5/16 - 18 .723

1 1/4” 3.16 1.50 1.75 2.06 5/16 - 18 .893
1 1/2” 3.48 1.50 2.03 2.34 5/16 - 18 1.033
2” 4.30 1.75 2.50 2.88 3/8 - 16 1.275
2 1/2” 4.80 1.75 3.03 3.40 3/8 - 16 1.535

3” 5.36 1.75 3.67 4.04 3/8 - 16 1.855
3 1/2” 5.80 1.75 4.15 4.52 3/8 - 16 2.095
4” 6.50 1.75 4.53 4.90 3/8 - 16 2.285
5” 7.88 2.50 5.75 6.25 1/2 - 13 2.902

6” 8.88 2.50 6.81 7.31 1/2 - 13 3.432

*thread size and pitch

HOT DIP GALVANIZED U-BOLTS

One nut each leg—
Hot dip galvanized— standard.

WEIGHT
CATALOG PER 100 STANDARD
NUMBER DESCRIPTION PIECES (lbs)   CARTON

KNUB-3/8 3/8 UBOLT 6 100
KNUB-1/2 1/2 UBOLT 13 100
KNUB-3/4 3/4 UBOLT 14 100
KNUB-1 1 UBOLT 15 100
KNUB-1-1/4 1 1/4 UBOLT 16 100
KNUB-1-1/2 1 1/2 UBOLT 18 100
KNUB-2 2 UBOLT 30 100
KNUB-2-1/2 2 1/2 UBOLT 34 100
KNUB-3 3 UBOLT 38 50
KNUB-3-1/2 3 1/2 UBOLT 40 25
KNUB-4 4 UBOLT 45 25
KNUB-5 5 UBOLT 95 25
KNUB-6 6 UBOLT 108 25

STAINLESS STEEL U-BOLTS

One stainless steel nut each leg
WEIGHT

CATALOG PER 100 STANDARD
NUMBER DESCRIPTION PIECES (lbs)   CARTON

KNUB-3/8-SS 3/8 STAINLESS STEEL UBOLT 6 100
KNUB-1/2-SS 1/2 STAINLESS STEEL UBOLT 13 100
KNUB-3/4-SS 3/4 STAINLESS STEEL UBOLT 14 100
KNUB-1-SS 1 STAINLESS STEEL UBOLT 15 100
KNUB-1-1/4-SS 1 1/4 STAINLESS STEEL UBOLT 16 100
KNUB-1-1/2-SS 1 1/2 STAINLESS STEEL UBOLT 18 100
KNUB-2-SS 2 STAINLESS STEEL UBOLT 30 100
KNUB-2-1/2-SS 2 1/2 STAINLESS STEEL UBOLT 34 100
KNUB-3-SS 3 STAINLESS STEEL UBOLT 38 50
KNUB-3-1/2-SS 3 1/2 STAINLESS STEEL UBOLT 40 25
KNUB-4-SS 4 STAINLESS STEEL UBOLT 45 25
KNUB-5-SS 5 STAINLESS STEEL UBOLT 95 25
KNUB-6-SS 6 STAINLESS STEEL UBOLT 108 25

Stainless Steel U-Bolts are non-cancelable and non-returnable.


