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Description GLASS Ballast Bypass DLC T8 18W 1800lm 4ft Linear

120-277VAC Bi-Pin 80+CRI 4000K Frosted

Ordering Code 09010

UNSPSC Code 39112102

Specifications

Voltage Rating 120~277

Voltage Type AC

Watts 18

Amps 0.15

Lumens per Watt 100.000

Base Type G13

Bulb Type T-8

MOL in/mm 48.0/1219

MOD in/mm 1.1/28

Lumens 1800

CT deg K 4000

CRI 80+

Beam Angle 196°

Rated Life 55,000

Ambient Operating
Temp Range

-40°C (-40°F) to 40°C (104°F)
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