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See page 32 for flexBOX® Attachment Coding suffix descriptions. OW
MH Old Work/Manufactured Housing Boxes

Flush-Device 
Box

UL File No. E30594

All dimensions are in inches unless otherwise noted.

 P-181 P-181RK P-201QT P-201R P-122SC P-241 *Quick Thread™ device hole

Na
il-

On

Cu. In.
Volume

Catalog
Number Component Description

Exterior Dimensions UPC#
85339

Std. Pkg.
Qty.

Std. Wt.
(lb.)D W H

18.0 P-181 Single gang, angled mid-nails 2-5/8 2-5/16 3-¾ 24391 100 21

18.0 P-181QT Single gang, angled mid-nails, Quick Thread™ device holes 2-5/8 2-5/16 3-¾ 24399 100 21

18.0 P-181RK Single gang, reverse nails, molded-in Speed Klamps™ 2-11/16 2-5/16 3-¾ 24398 100 21

20.5 P-201 Single gang, angled nails 3-1/16 2-5/16 3-¾ 24900 100 23

20.5 P-201QT Single gang, angled nails, Quick Thread™ device holes 3-1/8 2-5/16 3-¾ 24909 100 25

20.5 P-201R Single gang, reverse nails 3-1/16 2-5/16 3-¾ 24901 100 24

23.5 P-122SC
Patented single gang with side cube, angled mid-nails,  
four wire knockouts, 2 recessed buttons 1-¾ 2-9/32

(5-½ overall)
3-¾ 24914 24 9

24.0 P-241 Single gang, angled nails 3-9/16 2-5/16 3-¾ 24903 100 26

24.0 P-241QT Single gang, angled nails, Quick Thread™ device holes 3-9/16 2-5/16 3-¾ 24904 100 27

 P-181H P-181HZ P-241H P-241HQT P-108E P-108H P-116OW P-118OW P-122OW

Single Gang Thermoplastic Boxes
Residential Switch or Receptacle Box

Fa
ce

 B
ra

ck
et
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ou

nt Cu. In.
Volume

Catalog
Number Component Description

Exterior Dimensions UPC#
85339

Std. Pkg.
Qty.

Std. Wt.
(lb.)D W H

18.0 P-181H Single gang, face bracket mount, ½" NM knockouts 2-¾ 2-5/16 3-¾ 24916 48 10

18.0 P-181HZ Single gang, face bracket mount, ½" NM knockouts, “Z” hanger 2-¾ 2-5/16 3-¾ 24919 36 11

24.0 P-241H Single gang, face bracket mount 3-9/16 2-5/16 3-¾ 24907 50 12

24.0 P-241HQT Single gang, face bracket mount, Quick THread™ device holes 3-9/16 2-5/16 3-¾ 24908 50 12

M
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Cu. In.
Volume

Catalog
Number Component Description

Exterior Dimensions UPC#
85339

Std. Pkg.
Qty.

Std. Wt.
(lb.)D W H

8.0 P-108E Single gang, ears 1-¼ 2-5/16 3-¾ 24917 24 3

8.0 P-108H Single gang, side bracket mount 1-¼ 2-5/16 3-¾ 24918 24 3

16.0 P-116OW Single gang, ears, wing brackets, ½" NM knockouts 2-5/8 2-5/16 3-11/16 24915 48 10

18.0 P-118OW
Single gang, ears, wing brackets, molded-in Speed 
Klamps™, ½" NM knockout 3 2-¼ 3-11/16 92714 48 11

22.5 P-122OW
Single gang, ears, wing brackets, molded-in Speed 
Klamps™, ½" NM knockout 3-¾ 2-5/16 3-¾ 24913 48 14
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Competitive Cross Reference
Thermoplastic Outlet Boxes

Allied Moulded
Carlon® PC Black 

Polycarbonate
Carlon® PVC                                

(Zip Blue)
Carlon® PVC (Super 

Blue) (T&B)
Cantex®   

 (EZ BOX®)
Pass & Seymour 

(Slater®)
P-108E N/A B108R-UPC N/A EZ08SF P108W

P-108H N/A B108B-UPC N/A EZ08SB P108N

P-116OW 114-OW E-16-8 N/A EZ14SO P116W

P-118OW 118-OW B120R BH118R N/A S118W

P-122OW N/A B120R N/A EZ21SO S122W

P-122SC N/A SNO-18-M N/A N/A N/A

P-181 118-N (18") B118A (18") N/A EZ18SN (18") P118R

P-181H 118-LB B118B-UPC N/A EZ20SB S118S50

P-181HZ N/A N/A N/A N/A N/A

P-181QT N/A N/A N/A EZ18SNU S118R

P-181RK N/A N1-710-M N/A N/A P1-18-RN (18")

P-201 120-N (20.3") B120A (20") BH122A EZ20SN (20") P122R

P-201QT 120-N-FS (20.3) N/A N/A EZ20SNU (20") S1-18-R (18")

P-201R N/A RN-23 N/A N/A P122RN

P-240OW 232-OW B225R BH234R EZ25DO S2-32-W

P-241 122-N (22.5") B122A (22") N/A EZ23SN (23") P1-22-R (22.5")

P-241H 122-LB (22.5") N/A N/A EZ20SB P122C

P-241HQT 122-LBP (22.5") N/A N/A N/A S1-22-S50 (22.5")

P-241QT 122-N-FS (22.5") N/A N/A EZ23SNU (23") S1-22-R (22.5")

P-352OW N/A B355R N/A N/A S3-52-W

P-442 234-N (34") B232A (32") BH235A EZ32DN (32")/EZ48DN P2-35-RAC (35")

P-442H 234-LB (34") B232B (32") N/A N/A N/A

P-442HQT 234-LBP (34") N/A N/A N/A S2-35-S50AC (35")

P-442QT 234-NP (34") N/A N/A EZ32DNU S2-35-RAC (35")

P-643 345-N (45") B344A (44") BH353A EZ44TN (44") S3-54-RAC (54")

P-643H 345-LB (45") SB-357 N/A EZ74TN S354S50AC

P-643HQT N/A N/A N/A N/A S3-54-S50AC (54")

P-643QT N/A N/A N/A N/A S3-54-RAC (54")

P-764 N/A N/A BH464A N/A S468RAC

P-764B 460-SB-24 (60") B455A N/A EZ55QNB (55") N/A

P-764BQT N/A N/A N/A N/A N/A

P-764H 460-LB (60") N/A N/A N/A N/A

P-764HB N/A B455AH N/A N/A N/A

P-764HBQT N/A N/A N/A N/A N/A

P-764HQT N/A N/A N/A N/A N/A

P-764QT N/A N/A N/A N/A S4-68-RAC (68")

PC213-16 N-321-C-94 N/A N/A N/A N/A

PC213-16G N-321-GC-94 N/A N/A N/A N/A

PC213-BH N-321-C-95 N/A N/A N/A C118HAC

PC213-BHG N-321-GC-95 N/A N/A N/A C118HAGAC

PC213-N 3R-16-N (16") B518A (18") N/A EZ18CN (18") C1-18-RAC (18")

PC213-NG 3R-16-NGP (16") B518P (18") N/A EZ18CNG (18") C1-18-RGAC (18")

PC223OW N/A B618R BH614R EZ18CO C1-18WAC

PC223OWG N/A B618RP N/A EZ18COG C1-18WGAC

PC234-16 N-423-C-94-V B620H-UPC N/A N/A N/A

PC234-16G N-423-GC-94-V B620HG-UPC N/A N/A N/A

PC234-BH N-423-C-95-V B620K BH525H EZ20CH S120HAC

PC234-BHG N-423-GC-95-V B620KG-UPC BH525HP EZ20CHG S120HGAC

PC234-N N-423-C-V B520A (20.5") BH525A EZ20CN (20") S1-20-RAC (20.2")

PC234-NG N-423-GC-V B520P (20.5") BH525P EZ20CNG (20") S1-20-RGAC (20.2")

flexBOX®: Basic Series “Soft Box” Thermoplastic Boxes


