Incandescent Torino/Calven Ceiling Fans
PROGRESS
LIGHTING
Type
-09 -77 -80
P2645 ] ] ]
Finish
Catalog  Brushed Forged Forged Dimensions (Inches)
No. Nickel Bronze Black Lamping
A B
P2645  -09 -77 -80 3 (c) 40w 12 5-3/4
(included)
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Specifications:
General
e Etched glass bowl (-09, -80), Tea-

stained glass bowl (-77): 12" dia., 4"
ht.

o Plated Brushed Nickel (-09) finish

¢ Painted Forged Bronze (-77), Forged
Black (-80) finishes

e Pull chain on brushed nickel (-09) finish
is chrome with a light maple fob, and
antigue bronze (-77) finish is antique
brass with a medium oak fob.

o Utilizes three 40w candelabra based
lamps

e Steel construction
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Mounting

¢ Universal on any Progress fan, or fan
with a 1/8 IP light kit mount

Electrical
¢ Candelabra base phenolic sockets
¢ Quick connect wiring to fan
e 6" of wire supplied
® Pre-wired

Labeling
e UL-CUL Dry location only
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