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LIQUID TIGHT

CONNECTORS

COMPONENT TYPE FOR FLEXIBLE

NONMETALLIC LIQUID TIGHT TUBING

125° 6/6 NYLON

TOPAZ CONDUIT UNIT SHIP W1/

CAT # UPC# SIZE CIN CASE CASE

STRAIGHT - GRAY

P470 21570 3/8" 1/2"KO 25 100 7

PA7I 21580 1/2" 25 100 6

P472 2159 3/4" 10 100 8
w# A B C P473 21600 1" 5 50 12 @ @®
PATOB_ 200 44 109 P474 21602 11/4" 5 50 12
Pa7TIB 100 M 10 P475 21604 11/2" 5 20 14 E148716
PIAB 10 L0 pgze 21606 2 2 20 9

P473/B  2.25 57 1.50
P474/B  2.00 51 2.40
P475/B  2.25 51 2.68
P476/B  2.50 57 331

STRAIGHT - BLACK

P470B 21610 3/8" 1/2"KO 25 100 7
P471B 21620 1/2" 25 100 b
P472B 21630 3/4" 10 100 8
P473B 21640 1" 5 50 12
P474B 21721 11/4" 5 50 12 @ @®
P475B 21722 11/2" 5 50 14
P476B 21723 2" 2 2 9 E1erie
90° ANGLE - GRAY
P490 21650 3/8" 1/2"KO 10 100 9 :
P491 21660 1/2" 10 100 8
P492 21670 3/4" 10 100 11 f'
P493 21680 1" 5 50 8
P494 21681 11/4" 2 20 8
P495 21682 11/2" 2 20 10 @ @®
P496 21683 2" 1 10 9 E148716

CT# A B 4

PAO/B 256 214 1.09

PAOIB 256 214 109 90° ANGLE - BLACK

paoyB 280 2% 13  PA90B 21690 3/8" 1/2"K0 10 100 9

P493/B  2.25 28] 150 P491B 21700 1/2" 10 100 8

P494/B  3.96 33 240 P492B 21710 3/4" 10 100 11

PA95/B 413 345 248 P493B 21720 1" 5 50 8

P496/B  4.68 4.04 3.31 P494B 21724 11/4" 2 20 8
P495B 21725 11/2" 2 20 10 @ @®
P496B 21726 2" 1 10 9

E148716
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