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* Indicates model shown • See page 7 for Attachment Coding descriptions

Allied Moulded Products, Inc., Bryan, OH 43506 • ph: 419-636-4217 • fax: 800-237-7269 • www.alliedmoulded.com

Cu. In. Catalog Component D W H  UPC#  Std. Std. Pkg.
Volume Number Description    85339 Pkg. Qty. Wt. (lb.)

4.2 PJ-4S1* Single gang plaster ring, 1/2” offset 1/2 4 4 99004 100 8
  
5.1 PJ-4S2 Single gang plaster ring, 5/8” offset 5/8 4 4 99005 50 4

Series PJ-4S

Cu. In. Catalog Component D W H  UPC#  Std. Std. Pkg.
Volume Number Description    85339 Pkg. Qty. Wt. (lb.)

6.7 PJ-4T1* Two gang plaster ring, 1/2” offset 1/2 4 4 99006 50 4
  
8.1 PJ-4T2 Two gang plaster ring, 5/8” offset 5/8 4 4 99007 50 4

Series PJ-4T

Cu. In. Catalog Component D W H  UPC#  Std. Std. Pkg.
Volume Number Description    85339 Pkg. Qty. Wt. (lb.)

0.0 PJ-4B Square blank cover – 4 4 99008 100 8

PJ-4B

3-1/2” Dia. Round Outlet:
Residential Units

Plaster Rings and Cover:

Cu. In. Catalog Component D W Fixture  UPC#  Std. Std. Pkg.
Volume Number Description   Rating 85339 Pkg. Qty. Wt. (lb.)

21.0 PC213-BH 16”-24” adj. bar hanger, molded-in 2-7/8 3-1/2 50 lb. 98030 24 27
  Speed Klamps™

21.0 PC213-BHG* 16”-24” adj. bar hanger, ground strap, 2-7/8 3-1/2 50 lb. 98031 24 27
  molded-in Speed Klamps™

Series PC213-BH

For 16”-24” on center Joist applications

Cu. In. Catalog Component D W Fixture  UPC#  Std. Std. Pkg.
Volume Number Description   Rating 85339 Pkg. Qty. Wt. (lb.)

21.0 PC213-N Angled Fetter ring nails, 2-7/8 3-1/2 50 lb. 98011 50 11
  molded-in Speed Klamps™

21.0 PC213-NG* Angled Fetter ring nails, ground 2-7/8 3-1/2 50 lb. 98012 50 12
  strap, molded-in Speed Klamps™

Series PC213-N

Cu. In. Catalog Component D W Fixture  UPC#  Std. Std. Pkg.
Volume Number Description   Rating 85339 Pkg. Qty. Wt. (lb.)

21.0 PC213-16 16” bar hanger,  2-7/8 3-1/2 50 lb. 98304 24 17
  molded-in Speed Klamps™

21.0 PC213-16G* 16” bar hanger, ground strap 2-7/8 3-1/2 50 lb. 98305 24 17
  molded-in Speed Klamps™

Series PC213-16

For 16” on center Joist applications only

Cu. In. Catalog Component D W Fixture  UPC#  Std. Std. Pkg.
Volume Number Description   Rating 85339 Pkg. Qty. Wt. (lb.)

21.5 PC223OW Flange, snap bracket, molded-in 2-13/16 3-1/2  98028 24 8
  Speed Klamps™

PC223OW

 Meets NEC for wall applications
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