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Eaton PSG60F24RM
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Catalog Number: PSG60F24RM

Eaton PSG series Power Supply, Aluminum, 320-575 Vac, 47-63
Hz, Finger-safe terminals, 24 VVdc output, Three-phase, 960W
output power, -25°C-75°C operating temp

General specifications

Product Name

Eaton PSG general purpose power
supply

Product Length/Depth
7in

Product Width
6.5in

Warranty
3 year

Certifications
UL 508

IEC Rated
CSA std. C22.2
EN Listed

Catalog Number

PSG60F24RM

UPC
786685683577

Product Height
3in
Product Weight

41b

Compliances
RoHS Compliant
CE Marked


https://www.eaton.com/us/en-us.html
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