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Product Description Standards and Certifications

e Built and tested to UL 489
QUICKLAG Ground Fault Circuit

Breakers, Class A GFCI QUICKLAG Ground Fault Circuit
e 5 mA trip sensitivity Breakers, Class A GFCI

e Built and tested to UL 943
QUICKLAG Ground Fault
Equipment QUICKLAG Ground Fault
Protectors A o Equipment Protectors
* 30 mA trip sensitivity * Built and tested to UL 1053
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Product Selection

QUICKLAG Type QBGF
Single-Pole
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Ground Fault Circuit Breakers—5 mA Sensitivity QUICKLAG Type:
QBGF 10,000A Interrupting Capacity Thermal-Magnetic Breakers

. Single-Pole Two-Pole
Continuous
Ampere Rating 120 Vac 120/240 Vac
at40°C Catalog Number Catalog Number
15 QBGF1015 QBGF2015
20 0BGF1020 QBGF2020
25 0BGF1025 QBGF2025
30 0BGF1030 QBGF2030
40 QBGF1040 0BGF2040
50 — 0BGF2050

QUICKLAG Type: QBHGF 22,000A Interrupting Capacity

Thermal-Magnetic Breakers

. Single-Pole Two-Pole

Continuous

Ampere Rating 120 Vac 120/240 Vac
at40°C Catalog Number Catalog Number
15 0BHGF1015 QBHGF2015

20 0BHGF1020 QBHGF2020

25 QBHGF1025 Q0BHGF2025

30 QBHGF1030 QBHGF2030

Ground Fault Equipment Breakers —30 mA Sensitivity QUICKLAG Type:
QBGFEP 10,000A Interrupting Capacity Thermal-Magnetic Breakers

. Single-Pole Two-Pole
Continuous
Ampere Rating 120 Vac 120/240 Vac
at40°C Catalog Number Catalog Number
15 QBGFEP1015 QBGFEP2015
20 QBGFEP1020 QBGFEP2020
25 QBGFEP1025 QBGFEP2025
30 QBGFEP1030 QBGFEP2030
40 QBGFEP1040 QBGFEP2040
50 — QBGFEP2050

QUICKLAG Type: QBHGFEP 22,000A Interrupting Capacity

Thermal-Magnetic Breakers

. Single-Pole Two-Pole
Continuous
Ampere Rating 120 Vac 120/240 Vac
at40°C Catalog Number Catalog Number
15 QBHGFEP1015 QBHGFEP2015
20 QBHGFEP1020 QBHGFEP2020
25 QBHGFEP1025 0BHGFEP2025
30 QBHGFEP1030 QBHGFEP2030
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