


56

Specifications

Utility Fans 

 Housing Dimensions   grille Dimensions
Page CFM Sones L" W" H" L" W" amps Duct

502 38 270 8.0 163⁄4 137⁄8 31⁄4 131⁄2 Sq 1.7 31⁄4" x 10"

503 38 160 5.0 14 12 31⁄4 111⁄2 Sq 1.5 31⁄4" x 10"

504 39 350 6.5 — 101⁄4  Rd 7 131⁄2 Sq 1.7 10"

505 39 180 6.5 — 81⁄4  Rd 7 111⁄2 Sq 1.5 8"

506 38 470 8.0 — 103⁄8 Rd — 131⁄2 Sq 1.7 Direct Discharge

507 38 250 7.0 — 83⁄8 Rd — 111⁄2 Sq 1.5 Direct Discharge

508 39 270 6.0 — 103⁄8 Rd — 131⁄2 Sq 1.7 Direct Discharge

509 39 180 6.5 — 83⁄8 Rd — 131⁄2 Sq 1.5 Direct Discharge

509S 39 180 6.5 — 83⁄8 Rd — 131⁄2 Sq 1.5 Direct Discharge

510 38 380 6.5 — 111⁄2  Sq — 131⁄2 Sq 1.7 Room to room wall fan

511 38 180 4.5 — 111⁄2  Sq — 131⁄2 Sq 0.9 Room to room wall fan

512 39 90 3.5 — 6 Rd — 8 Dia 0.7 Room to room wall fan

512M 39 70 3.5 — 6 Rd — 8 Dia 0.7 Direct Discharge

673 39 60 4.5 — 61⁄4  Rd 51⁄4 8 Dia 1.0 6"

12C 39 360 8.0 — 111⁄2 Sq — 131⁄2 Sq 1.7 Direct Discharge
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Housing Dims grille Dims
grille finish

L" W" H" L" W" amps
670 29 50 3.5 45 — 3 71⁄4 71⁄2 35⁄8 9 91⁄4 White Polymeric 0.8

671 29 70 6.0 65 — 3 71⁄4 71⁄2 35⁄8 9 91⁄4 White Polymeric 1.2

676 29 110 4.0 100 — 4 8 81⁄4 53⁄4 105⁄8 111⁄8 White Polymeric 1.3

682 31 — — — — Duct-free 71⁄8 71⁄8 33⁄4 81⁄2 81⁄2 White Polymeric 1.0

684 29 80 2.5 75 — 4 8 81⁄4 53⁄4 105⁄8 111⁄8 White Polymeric 0.5

688 29 50 4.0 45 — 3 71⁄4 71⁄2 35⁄8 9 91⁄4 White Polymeric 0.9

689 29 60 5.5 55 — 3 71⁄4 71⁄2 35⁄8 9 91⁄4 White Polymeric 1.5

690* 31 60 3.0 55 —  — — — — 95⁄8 111⁄8 White Polymeric 1.5

LP80 28 80 1.1 75 Yes 4 / 3 113⁄8 101⁄2 4 13 14 White Polymeric 0.3

770 28 50 1.5 45 Yes 4 8 81⁄4 53⁄4 105⁄8 111⁄8 White Polymeric 0.2

784 28 80 2.0 75 Yes 4 8 81⁄4 53⁄4 105⁄8 111⁄8 White Polymeric 0.5

HD50 30 50 1.5 45 Yes 4 8 81⁄4 53⁄4 101⁄4 101⁄4 White Painted Metal 0.4

HD50RDF** 30 50 1.5 45 Yes 4 8 81⁄4 53⁄4 101⁄4 101⁄4 White Acrylic Metal 0.4

HD80 30 80 2.5 75 — 4 8 81⁄4 53⁄4 101⁄4 101⁄4 White Painted Metal 0.6

HD80RDF** 30 80 2.5 75 — 4 8 81⁄4 53⁄4 101⁄4 101⁄4 White Acrylic Metal 0.6

80RDF** 30 80 2.5 75 — 4 8 81⁄4 53⁄4 101⁄4 101⁄4 White Acrylic Metal 0.6

110RDF** 30 110 4.0 105 — 4 8 81⁄4 53⁄4 101⁄4 101⁄4 White Acrylic Metal 0.6

QTXE050 20 50 <0.3 45 Yes 6 113⁄8 101⁄2 75⁄8 13 14 White Polymeric 0.3

QTXE080 20 80 0.3 75 Yes 6 113⁄8 101⁄2 75⁄8 13 14 White Polymeric 0.4

QTXE110 20 110 0.7 100 Yes 6 113⁄8 101⁄2 75⁄8 13 14 White Polymeric 0.3

QTXE110S 22 110 0.7 100 Yes 6 113⁄8 101⁄2 75⁄8 127⁄8 133⁄4 White Polymeric 0.3

QTXE150 20 150 1.4 140 Yes 6 113⁄8 101⁄2 75⁄8 13 14 White Polymeric 0.5

QTRE100S 22 100 1.5 90 Yes 4 113⁄8 101⁄2 75⁄8 127⁄8 133⁄4 White Polymeric 0.3

QTRE080 20 80 0.8 75 Yes 4 113⁄8 101⁄2 75⁄8 13 14 White Polymeric 0.4

QTRE080C2S 20 80/40 0.8/<0.3 75 Yes 4 113⁄8 101⁄2 75⁄8 13 14 White Polymeric 0.3

QTRE080R 23 80 0.8 75 Yes 4 113⁄8 101⁄2 75⁄8 13 14 White Polymeric 0.3

QTRE110 20 110 1.3 100 Yes 4 113⁄8 101⁄2 75⁄8 13 14 White Polymeric 0.3

QTR080 20 80 1.0 75 — 4 113⁄8 101⁄2 75⁄8 13 14 White Polymeric 0.7

QTR110 20 110 1.5 100 — 4 113⁄8 101⁄2 75⁄8 13 14 White Polymeric 0.9

SSQTXE080 25 80 — — Yes — 113⁄8 101⁄2 73⁄4 — — — —

SSQTXE110 25 110 — — Yes — 113⁄8 101⁄2 73⁄4 — — — —

XB50 17 50 <0.3 45 Yes 6 / 4 101⁄2 113⁄8 75⁄8 13 14 White Polymeric 0.1

XB80 17 80 <0.3 75 Yes 6 / 4 101⁄2 113⁄8 75⁄8 13 14 White Polymeric 0.1

XB110 17 110 <0.3 100 Yes 6 101⁄2 113⁄8 75⁄8 13 14 White Polymeric 0.2

XB110H 17 110 <0.3 100 Yes 6 101⁄2 113⁄8 75⁄8 131⁄8 14 White Polymeric 0.2

ZB80 17 80 <0.3 75 Yes 6 / 4 101⁄2 113⁄8 75⁄8 13 14 White Polymeric 0.1

ZB80M 17 80 <0.3 75 Yes 6 / 4 101⁄2 113⁄8 75⁄8 131⁄8 14 White Polymeric 0.1

ZB110 17 110 <0.3 100 Yes 6 101⁄2 113⁄8 75⁄8 131⁄8 14 White Polymeric 0.2

ZB110H 17 110 <0.3 100 Yes 6 101⁄2 113⁄8 75⁄8 131⁄8 14 White Polymeric 0.2

ZB110M 17 110 <0.3 100 Yes 6 101⁄2 113⁄8 75⁄8 131⁄8 14 White Polymeric 0.2

Radiation Dampers can be found on page 30. *Replacement grille and motor kit. **Model RDA fan housing only sold separately for radiation dampers/fans.


