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SGF34 3/4" Steel Flexible Conduit 100

Southwire Company

Catalog Number SGF34
Manufacturer Southwire Company
Description Flexible Conduit, 3/4 In Trade Size, 1.045 to 1.105 In Conduit

Outer Diameter, 0.812 to 0.835 In Conduit Inner Diameter, 100
FT Length, Steel, Hot Dip Galvanized, Gray, 5 In Bend Radius, 35

LB/100 FT
Weight per unit 0.0350 (Ibs/each)
Product Category Flexible Metallic Conduit
Features
outside diameter 1075
Descriptions
Description 3/4" STEEL FLEXIBLE CONDUIT 100
extra long description SWC 55081902 FMC-RWS 3/4" 100C
Features The 3/4 in. x 100 ft. Flexible Steel Conduit is made of

high-strength galvanized steel alloy with a zinc coating for
corrosion resistance. This conduit offers a smooth metal interior
for easy wire pulling. UL and CSA safety listings.

Manufacturer Information

GTIN 00032886042539

UPC 032886042539
Taxonomies, Classifications, and Categories

Category Description STEEL GREENFIELD

Type FMC-RWS
Availability

minimum qty 100
Packaging

Carton 100

Weight Per foot 0.035



