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‘ E%Ud:T t:: fogowmg bits: » Contractor Preferred/Industrial Grade  + High Torque 3 Way Reversible
rexepes « Includes 8 Industrial Quality Bits Ratchet Mechanism
Q #.#2x200s » Non-Slip Grip Design - Easy Bit Storage in Handle
O 1+ 316
CAT NO UPC DESCRIPTION STD MSTR  WT/STD UNIT
SRD8 43089 8 in 1 Stubby Ratchet Driver 1 12 0.374# Ea

8 in 1 Stubby Ratchet Driver (Tamper Proof)

&

Includes the following bits:

PC 6778

O T15, 720, T25 » Contractor Preferred/Industrial Grade < High Torque 3 Way Reversible
0 1/8". 5/32" * Includes 8 Industrial Quality Bits Ratchet Mechanism
' + Non-Slip Grip Design - Easy Bit Storage in Handle
@ .1 110
CAT NO UPC DESCRIPTION STD MSTR  WT/STD UNIT
SRD8TP 36090 8 in 1 Tamper Proof 1 12 0.374# Ea

Stubby Ratchet Driver

Pocket Pakratchet

PC 6671

Dottie's Pakratchet » Light Weight, Durable * High Quality Chrome - Push Button Socket Release

&l  puts seven common High Torque Composite Vanadium Steel » Ergonomic, Non-Conductive
sockets into a small yet

strong tool that no tool « Corrosion Resistant 6 Point Socket Handle
bag should be without.

CAT NO UPC DESCRIPTION STD MSTR WT/STD  UNIT
PR7 81943 7 pc. Pocket Pakratchet 1 10 0.50# Ea

1/4" SAE Drive.

Socket Sizes Included
1/4", 9/32", 5/16", 11/32"
3/8", 7/16", 1/2"

@_E.— Tamper Proof Hand Drivers
PC 6670

H3AIHA 400HdH3dINVL < 1JHOLVHUMVd < SHIAIHA AG9N1S < SINT1I ALTVIOIdS ® STO00L

« Full Size Driver - Steel Blade Oversized - Acetate Handle
CAT NO UPC SCREW SIZE DESCRIPTION STD MSTR WT/STD UNIT
One Way
OW68 23000 #6-#8 Removal Tool 1 10  0.250# Ea
OW810 23005 @ #8-#10 Removal Tool 1 10 0.310# Ea
OW1214 23010 #12-#14 Removal Tool 1 10 0.350# Ea
Spanner
SPN6 23015 #6 Spanner 1 10  0.220# Ea
SPN8 23020 (2] #8 Spanner 1 10  0.220# Ea
SPN10 23025 #10 Spanner 1 10  0.220# Ea
Star Pin
STR10 23030 #6BH Star Pin 1 10  0.180# Ea
STR15 23035 #6FH-#8BH Star Pin 1 10 0.180# Ea
STR20 23040 O #8FH Star Pin 1 10  0.180# Ea
STR25 23045 #10FH, #10BH Star Pin 1 10 0.190# Ea
STR27 23050 1/4FH-1/4BH Star Pin 1 10  0.210# Ea
STR30 23052 1/4FH Star Pin 1 10 0.220# Ea




