
For details on where to buy, please contact 
your local Eaton sales engineer or rep.
Visit our website:
www.Cooperwiringdevices.com

Lighting 
control 
you can 
count on
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Dimmers

Occupancy & vacancy sensors

Minute & hour timers

Products available:

Colors available:

A B BK GY

(Almond) (Brown) (Black) (Gray)

LA V W

(Lt. Almond) (Ivory) (White)

For ordering devices, include Catalog no. followed by the Color suffix: 
A (Almond), B (Brown), BK (Black), GY (Gray), LA (Light Almond), V (Ivory), 
W (White), C1 (Color Change Kit: A, W, V), C2 (Color Change Kit: LA, W, V), 
C4 (Color Change Kit: BK, W, V), C5 (Color Change Kit: BK, W, GY).

C1 Color kit
A (Almond), W (White), V (Ivory)

A W V

C2 Color kit
LA (Light Almond), W (White), V (Ivory)

LA W V

C4 Color kit
BK (Black), W (White), V (Ivory)

BK W V

C5 Color kit
BK (Black), W (White), GY (Gray)

BK W GY

AAL06 DAL06P SAL06P TAL06P1 RI061

OS106D1 OS310R OS310U OS306U

PT18M PT18H

Eaton’s
Lighting controls line card 



  Lighting controls reference
Wattages

Part No. Cat. Pg. No. Trimming Neutral INC/HAL LED / CFL FLR ELV MLV Wiring configuration Voltage Preset Color / Change kits Rapid Start Faceplates

0-
10

V 
di

m
m

er
s DF10P- A-30 High-end — 120V/1200W 

277V/1600W
120V/1200W
277V/1600W 3-way 120V/277V Yes C1/C2/C4/C5 DCK1-

SF10P- A-31 High-end — 120V/1200W 
277V/1600W

120V/1200W 
277V/1600W 3-way 120V/277V Yes A/B/BK/GY/LA/V/W

Ph
as

e-
cu

t d
im

m
er

s

A
ll 

Lo
ad

AAL06- A-28 High-end/ 
Low-end Yes 600W 300W 600W 600W 600W Multi-location 120V Yes C1/C2/C4/C5 Selectable

DAL06P- A-28 Low-end — 600W 300W 600W 600W 600W 3-way 120V Yes C1/C2/C4/C5 Adjustable DCK1-

SAL06P- A-28 Low-end — 600W 300W 600W 600W 600W 3-way 120V Yes A/BK/GY/LA/V/W Fixed

TAL06P1- A-28 Low-end — 600W 300W 600W 600W 600W 3-way 120V Yes C1/C2/C4/C5 Adjustable TCK1-

Sm
ar

t AIM10- A-29 Low-end — 1000W 1000W Multi-location 120V Yes A/B/BK/GY/LA/V/W/C1/C2 AMC-__-BP

AF10- A-29 Low-end Yes 1000W Multi-location 120V Yes A/B/BK/GY/LA/V/W/C1/C2 AMC-__-BP

ARD- A-29 — — A/B/BK/GY/LA/V/W/C1/C2 ARC-__-BP

D
ec

or
at

or DI10P- A-30 Low-end — 1000W 1000W 3-way 120V Yes A/B/BK/GY/LA/V/W

DF8AP- A-30 Low-end — 1000W 3-way 120V Yes A/B/BK/GY/LA/V/W

DF8AP7- A-30 Low-end — 1000W 3-way 277V Yes A/B/BK/GY/LA/V/W

Sl
id

e

SI061- A-31 Low-end — 600W Single pole 120V A/B/BK/GY/LA/V/W

SI06P – Low-end — 600W 600W 3-way 120V Yes B/LA/V/W

SI10P- A-31 Low-end — 1000W 1000W 3-way 120V Yes A/B/BK/GY/LA/V/W

SF8AP7- A-31 Low-end — 1000W 3-way 277V Yes A/B/BK/GY/LA/V/W

To
gg

le

TI061- A-32 — — 600W 3-way 120V A/B/BK/LA/V/W

TI061L A-32 — — 600W 3-way 120V N/A (Clear)

TI3101- A-32 — — 1000W 3-way 120V A/B/BK/LA/V/W

TI3101L A-32 — — 1000W 3-way 120V N/A (Clear)

Ro
ta

ry

RI061- A-33 — — 600W Single pole 120V A/LA/V/W RKRD-__-BP

RI06P- A-33 — — 600W 3-way 120V Yes A/LA/V/W RKRD-__-BP

RI06PL- A-33 — — 1000W 3-way 120V Yes A/LA/V/W RKRL-__-BP

RI101- A-33 — — 1000W 3-way 120V A/LA/V/W RKRD-__-BP

RDC15-*** A-33 Low-end — 300W 300W Single pole 120V A/LA/V/W

RDC25-*** A-33 Low-end — 300W 300W Single pole 120V A/LA/V/W

Se
ns

or

OS106D1- A-38 N/A Yes 600W 600W Single pole 120V Yes A/BK/GY/LA/V/W SCKD-__BP

VS106D1- A-38 N/A Yes 600W 600W Single pole 120V Yes A/BK/GY/LA/V/W SCKD-__BP

OS310R-* A-39 N/A Yes 600W 600W 600W 600W 600W 3-way 120V A/BK/GY/LA/V/W SCKR-__-BP

VS310R-* A-39 N/A Yes 600W 600W 600W 600W 600W 3-way 120V A/BK/GY/LA/W SCKR-__-BP

OS31OU-* A-40 N/A Yes 1000W 1000W 1000W 1000W 1000W 3-way 120V A/BK/GY/LA/V/W SCK1-__-BP

VS310U-* A-40 N/A Yes 1000W 1000W 1000W 1000W 1000W 3-way 120V A/BK/GY/LA/W SCK1-__-BP

OS306U- A-41 N/A — 600W 600W 600W 600W 600W 3-way 120V A/BK/GY/LA/V/W N/A

VS306U- A-41 N/A — 600W 600W 600W 600W 600W 3-way 120V A/BK/GY/LA/V/W N/A

Ti
m

er PT18M-** A-42 N/A — 1800W/15A 1800W/15A 1800W/15A 1800W/15A 1800W/15A Single pole 120V A/B/BK/GY/LA/V/W/C1/C2 PT(1-5)MK-__P

PT18H-** A-42 N/A — 1800W/15A 1800W/15A 1800W/15A 1800W/15A 1800W/15A Single pole 120V A/B/BK/GY/LA/V/W/C1/C2 PT(1-5)HK-__P

* Horsepower capable up to 1/6 HP.   ** Horsepower capable up to 1/4 HP.   *** Combination light/fan control. 1.5A for fan on RDC15 / 2.5A for fan on RDC25.


