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DESCRIPTION:

ORIGINAL PROJECT NO / ( ERN NO ) SHEET NO: REV. NO: DRAWING NO:

1.  ALL DIMENSIONS ARE FOR 
    REFERENCE ONLY.
2.  DIMENSIONS IN BRACKETS [ ]
    ARE IN METRIC UNITS.

1 OF 6 - WSD-001623

- SEE ERN ****
FOR APPROVAL SIGNATURES
& RELEASE DATE.
PROJECT NO: ****

NOTES:
 
1. MATERIAL: WEST LAKE CHEMICAL 5055 PVC, 100% REGRIND LEVEL
 
2. TEMPERATURE RATING: -40 F [-40 C] TO 140 F [60 C]
 
3. FLAMMABILITY RATING: UL94V-0
 
4. NORTH AMERICAN AND DIN STYLE MOUNTING HOLES
 
5. FLUSH MOUNT COVER DESIGN. COVER MOUNTS FLUSH WITH SIDE WALLS

COINED INSIDE
EDGES

"V" NOTCHED SCORE LINE
FOR CLEAN BREAKS

DEEP SLOTS FOR LARGER
WIRES ALL THE WAY TO
THE BOTTOM

WIDE FINGERS FOR
GREATER STABILITY

WIDE SLOT WIRING DUCT

104D000964 / ( 2017208 )
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* = COLOR CODE
 
B = BLACK     G = GRAY     I = INTRINSIC BLUE     W = WHITE

 .195 × .625 SLOT
[5,0] × [15,9]

CATALOG NO. A
(WIDTH)

B
(HEIGHT) C D COVER

CATALOG NO.
TYD75X1WP*6 

.940 [23,88]
1.025 [26,04] .430 [10,92]

.800 [20,32]

TY75CP*6 TYD75X15WP*6 1.500 [38,1] .830 [21,08]
TYD75X2WP*6 2.014 [51,16] 1.249 [31,72]
TYD1X1WP*6 

1.250 [31,75]

1.025 [26,04] .430 [10,92]

TY1CP*6
TYD1X15WP*6 1.500 [38,1] .830 [21,08]
TYD1X2WP*6 2.014 [51,16] 1.249 [31,72]
TYD1X3WP*6 3.000 [76,2] 2.175 [55,25] 1.000 [25,4]
TYD1X4WP*6 4.317 [109,65] 3.487 [88,57] 1.000 [25,4]
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* = COLOR CODE
 
B = BLACK     G = GRAY     I = INTRINSIC BLUE     W = WHITE

 .195 × .625 SLOT
[5,0] × [15,9]

 .315 × .551 SLOT
[8,0] × [14,0]

CATALOG NO. B
(HEIGHT) C D F COVER

CATALOG NO.
TYD15X1WP*6 1.025 [26,04] .430 [10,92]

.800 [20,32]
.300 [7,62] TY15CP*6 

TYD15X15WP*6 1.500 [38,1] .830 [21,08]
TYD15X2WP*6 2.014 [51,16] 1.249 [31,72]
TYD15X3WP*6 3.000 [76,2] 2.175 [55,25]

1.000 [25,4]
TYD15X4WP*6 4.317 [109,65] 3.487 [88,57]
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* = COLOR CODE
 
B = BLACK     G = GRAY     I = INTRINSIC BLUE     W = WHITE

 .195 × .625 SLOT
[5,0] × [15,9]

 .315 × .551 SLOT
[8,0] × [14,0]

CATALOG NO. A
(WIDTH)

B
(HEIGHT) C D F L COVER

CATALOG NO.
TYD2X1WP*6 

2.250 
[57,15]

1.046 [26,57] .430 [10,92]
.800 [20,32]

.300 [7,62] 0.500
[12,7] TY2CP*6

TYD2X15WP*6 1.521 [38,63] .830 [21,08]
TYD2X2WP*6 2.034 [51,66] 1.249 [31,72]
TYD2X3WP*6 3.000 [76,2] 2.175 [55,25]

1.000 [25,4]
TYD2X4WP*6 4.332 [110,03] 3.487 [88,57]
TYD2X5WP*6 5.020 [127,51] 4.161 [105,69] 1.333 [33,86] .380 [9,65]
TYD25X2WP*6 

2.750 
[69,85]

2.034 [51,66] 1.249 [31,72] .800 [20,32]
.300 [7,62] 0.750

[19.05] TY25CP*6TYD25X3WP*6 3.000 [76,2] 2.175 [55,25]
1.000 [25,4]

TYD25X4WP*6 4.332 [110,03] 3.487 [88,57]
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* = COLOR CODE
 
B = BLACK     G = GRAY     I = INTRINSIC BLUE     W = WHITE

 .195 × .625 SLOT
[5,0] × [15,9]

 .315 × .551 SLOT
[8,0] × [14,0]

CATALOG NO. A
(WIDTH)

B
(HEIGHT) C D F L COVER

CATALOG NO.
TYD3X1WP*6 

3.250 
[82,55]

1.055 [26,8] .430 [10,92]
.800 [20,32]

.300 [7,62] 1.000
[25,4] TY3CP*6 

TYD3X2WP*6 2.081 [52,86] 1.249 [31,72]
TYD3X3WP*6 3.056 [77,62] 2.175 [55,25]

1.000 [25,4]
TYD3X4WP*6 4.387 [111,43] 3.487 [88,57]
TYD3X5WP*6 5.061 [128,55] 4.161 [105,69] 1.333 [33,86] .380 [9,65]
TYD4X15WP*6 

4.250 
[107,95]

1.567 [39,8] .830 [21,08]
.800 [20,32]

.300 [7,62] 1.500
[38,1] TY4CP*6 

TYD4X2WP*6 2.081 [52,86] 1.249 [31,72]
TYD4X3WP*6 3.056 [77,62] 2.175 [55,25]

1.000 [25.4]
TYD4X4WP*6 4.387 [111,43] 3.487 [88,57]
TYD4X5WP*6 5.061 [128,55] 4.161 [105,69] 1.333 [33,86] .380 [9,65]
TYD6X4WP*6 6.250 

[158,75] 4.387 [111,43] 3.487 [88,57] .800 [20,32] .300 [7,62] 2.500
[63,5] TY6CP*6 
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